&/ MERLETT

NG1M Flexible Ducting

For the suction of warm and
cold air, cooling systems,
industrial air conditioning,
computers, mechanical,
car/aircraft/ship building
industry.

* Neoprene 1 ply flexible ducting

* Temperature range -50 °C to +150 °C
* Neoprene coated glass fibre fabric

* Visible bronze plated steel wire helix
e Standard length 4 metres

Manufacturer Inside Outside Pressure | Vacuum
Part Number Diameter | Diameter (bar) mm
WS/mm
WG
51 mm 53.60 mm 250 25 mm 1.20 4400
841ING1MO051
76 mm 79.14 mm 410 38 mm 1.00 3500
841NG1MO76
102 mm 105.14 570 51 mm 0.90 2600
841NG1M102 mm
152 mm 155.60 1050 76 mm 0.60 1400
841NG1M152 mm
203 mm 207.10 1380 101 mm  0.50 700

841NG1M203 mm



