RACCORD COULISSANT A OLIVE

Pour capteurs 23 - 5-6 -8~ 10- 1[4 -2 mm

Filetage gaz

RACCORD
COMPOSANTS

3 olive
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@CAPTEUR | FILETAGE F | MATIERE N/CODIFICATION
OLIVE METALLIQUE OLIVE TEFLON

1/8NPT INOX ORAC 3RBI 1/8NPT ORAC 3RBI I/SNPTT
3 1/8GCY INOX ORAC 3RBIX 1/8GCY | ORAC 3RBIX I/8GCY T
RS 334-2830 1/4NPT INOX ORAC 3RBI 1/4NPT ORAC 3RBI I/4NPTT
1/4GCY INOX ORAC 3RBI 1/4GCY ORAC 3RBI 1/4GCY T
1/8GCO ACIER ORAC 5RB 1/8GCO ORAC 5RB 1/8GCOT
5 1/8GCO LAITON ORAC 5RBL 1/8GCO | ORAC 5RBL 1/8GCOT
1/8GCO INOX ORAC SRBI 1/8GCO ORAC 5RBI 1/8GCOT
1/8NPT ACIER ORAC 6RB 1/8NPT ORAC 6RB I/S8NPTT
1/4GCY ACIER ORAC 6RB 1/4GCY ORAC 6RB 1/4GCY T
1/4GCY INOX ORAC 6RBI 1/4GCY | ORAC 6RBI 1/4GCYT
6 1/4GCO ACIER ORAC 6RB 1/4GCO ORAC 6RB 1/4GCOT
RS 334-2846 3/8GCY ACIER ORAC 6RB 3/8GCY ORAC 6RB 3/8GCYT
12GCY ACIER ORAC 6RB 1/2GCY ORAC 6RB 1/2GCYT
12GCY INOX ORAC 6RBI 12GCY ORAC 6RBI 172GCYT
1/4GCO ACIER ORAC 8RB 1/4GCO ORAC 8RB 1/4GCO T
1/4GCY ACIER ORAC 8RB 1/4GCY ORAC 8RB 1/4GCY T
8 1/4GCY INOX ORAC 8RBI 1/14GCY ORAC 8RBI 1/4GCY T
12GCY ACIER ORAC 8RB 12GCY ORAC 8RB 1/2GCY T
12GCY INOX ORAC 8RBI 172GCY ORAC 8RBI 1/2GCY T
10 1/4GCY INOX ORAC 10RBI 1/4GCY | ORAC 10RBI I/4GCY T
12GCY INOX ORAC 10RBI 1/2GCY | ORAC I10RBI I172GCYT
14 1/2NPT ACIER ORAC 14RB 1/2NPT ORAC 14RB 1/2NPTT
12GCY ACIER ORAC 14RB 1/2GCY ORAC 14RB 1/2GCYT
21 3/4GCY ACIER ORAC 21RB 3/4GCY ORAC 2IRB 3/4GCY T

OLIVES DE RECHANGE INOX OU TEFLON, LIVRABLES PAR PAQUET DE 10




