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Part Number Mo. Cores x Cross | Outer Diameter (mm) Weight Kg/Km
Sectional Area (mm?)

8274139 CY 2x0.5 5.8 45.0
8274149 CY 3G0.5 6.1 59.0
B274158 CY 4G0.5 6.5 71.0
B274151 CY 5G0.5 7.0 86.0
B274167 CY 7G0.5 7.5 105.0
8274177 CY 12G0.5 9.9 104.0
8274192 CY 18G0.5 11.5 141.0
B274133 CY 2x0.75 5.9 49.0
B274155 CY 5G0.75 7.4 87.0
B274161 CY 7G0.75 8.0 1092.0
8274186 CY 12G0.75 10.4 177.0
8274195 CY 18G0.75 12.1 254.0
B274142 CY 2x1.0 6.2 57.0
B274164 CY 5G1 8.0 110.0
8274170 CY 7G1 8.6 134.3
B274189 CY 12G1 11.3 217.0
8274199 CY 18G1 13.2 306.0
8274145 CY 2G1.5 7.0 70.0
8274183 CY 12G1.5 13.0 365.0
8274209 CY 18G1.5 14.8 405.0
B274173 CY 7G2.5 11.2 249.0
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