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RS PRO 6m Green Lifting 
Sling Webbing, 2t                                                                               

RS Stock No.: 729-3085 

 

 

 

 

 

 

 

 

 

 

 

    

   

 

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 

• Shock absorbing 
qualities 

 

• Polyester 
construction 

 

• Easy to inspect for 
damage 

 

• High resistance to 
abrasion 

 

• Webbing sling ends 
in Becket Eyes 

 

FEATURES 
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This RS Pro Polyester Webbing Sling is designed to bear heavy loads whilst ensuring their safe. They 
are an extremely popular choice due to there lightweightness, toughness and its flexibility reduces 
shock while loading. The wide bearing surface helps to protect the load you are lifting from scratches 
and dents.. 

 

 

 

Sling Type Webbing 
Straight Pull Load 2000kg 
Safe Working Load (2-Leg) 2800kg 
Safe Working Load (4-Leg) 2000kg 
Safe Working Load (Choke Hitch) 1600kg 
Safety Factor   7:1    
Material   PET 
Colour   Green 

Applications   Cargo Handling, Boat Handling, Construction 
Logging 

    

  

 

Length 6000mm 
Width 60mm 
End Fittings Eye to Eye Flat Eyes 

 

 

 

Operating Temperature -40°C to +100°C 
 

 

 

 

Product Description 
  

Mechanical Specifications 

General Specifications 

Operation Environment Specifications 
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Standards Met   EN 1492-1 
       

Approvals 
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