
 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

RS Code Item Code Description Metal D 

(mm) 

H 

(mm) 

G x B 

(mm) 

Max 

Compression 

Load 

(kg) 

Max 

Shear 

Load 

(kg) 

1712616 

 

C0608M2.5-1.5 Cylindrical Mount 

(F/F) 6x8mm M2.5 

50 ShA 

Mild steel 

 

6 8 M2.5 4.7 1.54 

1712617 

 

C1010M4-1 Cylindrical Mount 

(F/F) 10x10mm M4 

45 ShA 

Mild steel 

 

10 10 M4 2.88 1.1 

1712618 

 

C1017M4-2 Cylindrical Mount 

(F/F) 10x17mm M4 

60 ShA 

Mild steel 

 

10 17 M4 3.68 1.1 

1712620 

 

C1510M5-1.55 Cylindrical Mount 

(F/F) 15x10mm M5 

55 ShA 

Mild steel 

 

15 10 M5 16.93 7.04 

1712621 

 

C2520M6-A4-2 Cylindrical Mount 

(F/F) 25x20mm M6 

60 ShA 

Stainless 

steel 316 

 

25 20 M6 44.3 15.84 

1712622 

 

C2522M8-A4-2 Cylindrical Mount 

(F/F) 25x22mm M8 

60 ShA 

Stainless 

steel 316 

 

25 22 M8 43 15.84 

         

ENGLISH 
FEMALE - FEMALE Cylindrical mounts 
Cylindrical mounts are simple and cost-effective vibration isolators that can be 

used in either compression and/or shear. We offer a large combination of 

available size and studs. Available in stainless steel metal parts or zinc plated 

mild steel. 

Please note that thread depth ‘B’ is same as the thread size, i.e. M3 stud will 

have a 3mm deep (B) female metal fixing 

 

H = Height 

D =Diameter 

G = Tread 

B = Thread Depth 



 

 

1712623 

 

C3020M6-1.5 Cylindrical Mount 

(F/F) 30x20mm M6 

50 ShA 

Mild steel 

 

30 20 M6 43.7 14.5 

 

1712624 

 

C3020M8-A4-2 Cylindrical Mount 

(F/F) 30x20mm M8 

60 ShA 

Stainless 

steel 316 

30 20 M8 69 22.88 

1712626 

 

C3025M8-2 Cylindrical Mount 

(F/F) 30x25mm M8 

60 ShA 

Mild steel 

 

30 25 M8 63.5 22.88 

1712627 

 

C3050M8-1.55 Cylindrical Mount 

(F/F) 30x50mm M8 

55 ShA 

Mild steel 

 

30 50 M8 18 3.6 

1712628 C4028M10-A4-2 Cylindrical Mount 

(F/F) 40x28mm 

M10 60 ShA 

Stainless 

steel 316 

40 28 M10 119.6 40.59 

1712629 

 

C4030M8-2 Cylindrical Mount 

(F/F) 40x30mm M8 

60 ShA 

Mild steel 

 

40 30 M8 115.2 40.59 

1712630 

 

C5025M10-2 Cylindrical Mount 

(F/F) 50x25mm 

M10 60 ShA 

Mild steel 

 

50 25 M10 218.5 63.47 

1712632 

 

C5030M10-A4-2 Cylindrical Mount 

(F/F) 50x30mm 

M10 60 ShA 

Stainless 

steel 316 

50 30 M10 196.2 63.47 

1712633 

 

C5040M10-2 Cylindrical Mount 

(F/F) 50x40mm 

M10 60 ShA 

Mild steel 

 

50 40 M10 176.3 63.47 

1712634 C5050M12-A4-2 Cylindrical Mount 

(F/F) 50x50mm 

M12 60 ShA 

Stainless 

steel 316 

50 50 M12 167.9 63.47 

1712635 

 

C7550M12-1.5 Cylindrical Mount 

(F/F) 75x50mm 

M12 50 ShA 

Mild steel 

 

75 50 M12 264.8 90.5 

1712636 C7550M10-A4-2 Cylindrical Mount 

(F/F) 75x50mm 

M10 60 ShA 

Stainless 

steel 316 

75 50 M10 417.7 142.89 

1712637 

 

C10055M16-2 Cylindrical Mount 

(F/F) 100x55mm 

M16 60 ShA 

Mild steel 

 

100 55 M16 7.69.8 253.99 


