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R+ 154mm x 88mm x 63mm
wE 154mm

E 88mm

R 63mm
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All Dimensions inmm | SIZE SIZE SIZE SIZE SIZE SIZE SIZE I
1 2 3 4 5 6 7 T 1

(A)Overall lell;ﬂl 90 167 240 350 350 376 510 l

{BJOverall Width 100 | 101 | 150 | 205 | 205 | 419 | 315

(C)Overall Height 50 76 | 130 | 130 | 181 | 180 | 200 -

lﬂml Base 64 | 143 | 200 | 300 | 300 | 310 | 450 . B A

(A) Internal Length 80 154 223 330 330 350 470

(B) Internal Width 88 88 128 179 177 378 270

(C) Internal Height 42 63 120 117 167 164 1288

:D]:::;T e 65 131 188 287 287 295 435

Volumes (Litres) 0.46 | 1.27 4.6 9.1 128 | 283 | 314

Maximum Container

Stack Height - 7 5 4 6 4 3 6

(See Details Opposite)

Maximum Stack Load

Capacity (kg) 12 12 30 36 45 60 42
Description |H x W x D (mm) RS Stock Code / Colour

White Blue Red Green Yellow Orange Black | ESD Black
Recycled

Size 1 50 x 100 x 90 315-1123 | 4B4-3996 | 484-3974 | 484-3980 | 484-3823 | 469-6728 | 909-6902 550-319
Size 2 fEx 100 x165 | 315-1139 | 484-4028 | 484-4006 | 454-4012 | 484-3839 | 469-6784 | 909-6906 550-325
Size 3 132 x 150 x 240 | 315-1145 | 484-40586 | 484-4034 | 484-4040 | 484-4062 | 489-6778 | 909-6915 550-331
Size 4 132 x 205 x 350 315-1151 484-4107 | 484-4078 | 484-4090 | 484-4113 | 469-6762 | 909-6918 | 909-6928
Size & 182 x 205 %350 | 315-1173 | 4B4-4157 | 484-4129 | 484-4135 | 484-4163 | 469-6756 | 909-6212 | 909-6937
Size 6 182 x420x 375 | 315-1189 | 4B84-4185 | 484-3845 | 484-4179 | 484-4191 469-6740 | 909-6921 809-6930
Size 7 200310 x 520 | 456-3426 | 350-5873 | 350-5845 | 350-5895 | 350-5867 | 489-5157 | 909-6924 |MNot Avalable
(Clear Bin Front 456-3432
for Size 7
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	RS PRO PP 存储箱存储箱， 76mm x 101mm ，蓝色

