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RS PRO Lead Acid Battery

Using oxygen 12V, 55Ah

recombination
technology

PbCaSn alloy for
plate grids-less
gassing, less self-
discharging

High-quality AGM

separator
r N
: : ﬁ 727-0408 [12V55AH20HA]
High purlty raw i -free Sealed Lead-acid Battery
material e arun

e

Ce %& ﬁ,

WAL " Coa un-wm Pb

Silver-coated copper
terminals (T1, T2
terminal) _— _—

ABS material

RS Professionally Approved Products bring to you professional
guality parts across all product categories. Our product range has
been tested by engineers and provides a comparable quality to the
leading brands without paying a premium price.

RS Components — Buy this product from https://uk.rs-online.com/ Page 1 of 6



Lead Acid Batteries E‘Elﬂg

Product Description

RS PRO Lead acid batteries are suitable for use across a number of industries as well as for
general purpose. They are sealed and have many uses, and are ideal for standby & float
applications. These batteries are long life rechargeable batteries.

727-0382 - 6V, 7Ah
727-0385 - 6V, 3.2Ah
727-0388 - 6V, 1.2Ah
727-0391 - 12V, 20Ah
727-0394 - 12V, 35Ah
727-0398 - 12V, 100Ah
727-0401 - 12V, 120Ah
727-0408 - 12V, 55Ah

General Specifications

Technology AGM
Designed for Cyclic Application No
Eurobat Classification 3to 5 Years,

Container Material A.B.S. (UL94-HB) conform

Application Standby & Float applications

RS Components — Buy this product from https://uk.rs-online.com/ Page 2 of 6


https://uk.rs-online.com/web/p/products/7270382/
https://uk.rs-online.com/web/p/products/7270385/
https://uk.rs-online.com/web/p/products/7270388/
https://uk.rs-online.com/web/p/products/7270391/
https://uk.rs-online.com/web/p/products/7270394/
https://uk.rs-online.com/web/p/products/7270398/
https://uk.rs-online.com/web/p/products/7270401/
https://uk.rs-online.com/web/p/products/7270408/

Lead Acid Batteries E‘Elﬂg

Electrical Specifications

Capacity 55Ah
Nominal Voltage 12v
Terminal Type T6
Cells Per Unit 6V
Voltage Per Unit 12v
Max. Discharge Current 660A (5 sec)
Max. Charging Current Limit 16.5A
Float charging Voltage 13.5VDC to 13.8VDC/unit Average at 25°C
Internal Resistance 7.5mOhm
Equalization and Cycle Service 14.4VDC t015.0VDClunit Average at 25°C
The batteries can be stored for more than 6 months at
Self-Discharge 25°C. Self-discharge ratio less than 3% per month at

25°C. Please charge batteries before using

Mechanical Specifications

Dimensions 229mm x 138mm x 205mm
Height 229mm
Length 138mm
Width 205mm
Weight 16.5kg

Operation Environment Specifications

Discharge : -15°C to 50°C
Operating Temperature Range Charge : 0°C to 40°C
Storage : -15°C to 40°C

Nominal Operating Temperature Range 25 £3°C (77 £5°F)

Approvals

Compliance/Certifications UL94-HB
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Dimensions

Unit: mm Dimension: 228(L)* 138{W) > 205(H) < 211(TH) Terminal T8
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Effect of Temperature on Long Tnn-

Self Discharge Characteristics
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Mo supplementary charge required
[Carry out supplementary charge before use if 100% capacity is required.)

Supplementary charge required before use.Optional charging way as below:
1.Charged for above 3 days at limted current 0.25CA and constant volatge 2.25Vicell.
2.Charged for above 20hours at limted current 0.25CA and constant valatge 245V/cell.
1.Charged for B-10hours at limted current 0.05CA .

- Avold this storage period unless regular Top charge.
Supplementary charge may often fail to recover the full capacity

Discharge Characteristics

Temperature: 25°C(7TTF)
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Constant Current Discharge Gh_ Amps

F.¥iTime | Smin | 10min | 15min | 20min | 30min | 45min ih dh &h &h &h 10h 20h

1.85Vicell] 94.1 740 629 526 418 ny il 165 131 10.7 8.60 TA49 6.08 518 283
1.80Vicell| 1264 | 946 76.0 62.2 404 368 290 18.0 14.1 114 823 B8.03 6.45 5.60 286

1.75Vicell| 1425 | 103.89 | 831 66.9 513 | 382 30.4 18.7 14.3 11.6 946 | 8.25 656 | 556 | 280
1.70VWicell] 1569 | 1133 | 88.7 | 704 533 | 347 33 18.4 14.7 11.9 9.71 B.42 665 | 581 2.84
1.65Vicell| 173.0 | 1222 | 843 | 74.7 583 | 407 324 20.0 15.3 12.4 998 | 8.61 675 | 573 | 288

1.60Vicell| 1808 | 1327 | 1008 | 79.6 50.4 42.5 336 20.7 15.8 12.7 103 | &.79 G682 | 579 | 300

Constant Power Discharge Gbam_ Watts

F¥Time | Smin | 10min | 15min | 20min | 30min | 45min 3h dh 5h Gh 8h 10h 20h

1.85Vicell] 1721 | 1367 | 1174 | 99.2 747 60.9 50.0 321 255 2048 1648 | 147 120 10.3 561
1.80Vicell| 2286 | 1726 | 1400 | 1156 | 827 70.2 55.7 348 272 222 180 | 157 127 10.9 5.66
1.75Vicell| 2522 | 1866 | 1510 | 1231 | 9854 722 58.0 358 278 226 184 | 161 128 11.0 570
1.70Vicell| 2700 | 1988 | 1590 | 1284 | 987 748 59.7 73 284 231 188 | 164 13.0 11.1 581
1.65Vicell| 2936 | 2126 | 1678 | 1354 | 1033 | 760 61.2 381 204 238 183 | 167 132 113 588
1.60Vicell| 3163 | 2255 | 1765 | 1427 | 1083 | 788 63.1 382 .z 245 198 | 17.0 133 11.4 580

Available Capacity Subject to Temperature

Battery Type -20C | -10T 0C 5T 10C 20°C 2517 30C 40°C 45C
Bgﬁ:"ry svaiav| 46% | ee% | 76% | 83% 90% | 98% | 100% | 103% | 107% | 109%

Discharge CurrentVS. Discharge Voltage

Final Discharge

Voltage Vicell 1.80W 1.75V 1,60V
Discharge - - - -
Current (A) CAY =02C | 0.2C= (A) =1.0C | (A) =1.0C

Charge the batteries atleast once every six months,
if they are stored at 25°C.

Charging Method:

Constant Voltage| -0.2Cx2h+2.4~2.45V/Cellx24h Max. Current 0.3CA
Constant Current| 0.1C until the voltage reaching 14.4V then 0.1Cx4dh

RS Components — Buy this product from https://uk.rs-online.com/ Page 6 of 6






