
Kenmerken productreeks
Polycarbonate body & diffuser. Stainless steel fixing

       

PRODUCT OVERZICHT

Bestelnummer 0056151

EAN-code 5410288561516

Certificeringen D-mark, ENEC

Montage Ceiling pendant, Ceiling surface

Behuizing Polycarbonate

LOR (%) 62

Spanning (V) 220-240

Lampen 2 x 58W T26 G13

Kleur Grey

IP-classificatie 65

IK-classificatie 7

Sylproof Superia Polycarbonate - T8 Electronic Ballast
Sylproof Superia PC T8 26mmØ 2x58W lamp with A2 ballast

0056151
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GEGEVENSTABEL

Algemene informatie

Bestelnummer 0056151

EAN-code 5410288561516

E-nummer FI 4315217

Certificeringen D-mark, ENEC

Montage Ceiling pendant, Ceiling surface

Lange beschrijving Polycarbonate body & diffuser. Stainless steel fixing

Productnaam Sylproof Superia PC T8 26mmØ 2x58W lamp with A2 ballast

Beschikbaarheid ballast Included

Montage ballast Integral

Type ballast Electronic

Milieu Interior

Algemene toepassing Garages maintenance areas, Hospitality, Industrial, Work pits industry car
washes

Behuizing Polycarbonate

Speciale omgeving Waterproof

Specifieke toepassing Changing rooms, Food processing, Gateways, Laundry, Storage /
Warehouses, Underground car parks

Hoeveelheid verpakking verkoop 1

Optische gegevens

LOR (%) 62

Type lichtverdeling Symmetric

Elektrotechnische gegevens

Spanning (V) 220-240

T-klasse min (°C) 0°C

T-klasse max (°C) 25°C

CELMA/IEE A2

Elektrische bescherming Class I

Glow Wire Test 850°C

Lampen 2 x 58W T26 G13

Fase-aan- en afsnijdimming No

Aantal koppen 1

Sylproof Superia Polycarbonate - T8 Electronic Ballast
Sylproof Superia PC T8 26mmØ 2x58W lamp with A2 ballast
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Fysieke gegevens

Gewicht (kg) 2.90

Kleur Grey

Inclusief lamp No

Hoogte (mm) 99

Breedte (mm) 137

Lengte (mm) 1565

IP-classificatie 65

IK-classificatie 7

Afwerking diffusor Prismatic

Materiaal diffusor Polycarbonate

Mechanische belasting 2 J

Afwerking reflector Aluminium

Materiaal reflector Polycarbonate

Single package dimensions (L x W x H) (cm) 158.00 x 15.00 x 7.00

Outer package dimensions (L x W x H) (cm) 159.00 x 15.00 x 7.00

Sylproof Superia Polycarbonate - T8 Electronic Ballast
Sylproof Superia PC T8 26mmØ 2x58W lamp with A2 ballast
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FOTOMETRIE

TECHNISCHE TEKENINGEN

ENERGIELABEL
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Sylproof Superia Polycarbonate - T8 Electronic Ballast
Sylproof Superia PC T8 26mmØ 2x58W lamp with A2 ballast

0056151

© Havells Sylvania |  Date Printed: 01 Dec 2014 |  Data Last Updated: 10 Nov 2014 Page 5 of 5


	Kenmerken productreeks
	PRODUCT OVERZICHT
	GEGEVENSTABEL
	FOTOMETRIE
	TECHNISCHE TEKENINGEN
	ENERGIELABEL

