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Datasheet

RS Pro DC Geared Motor

ENGLISH

RS Mumber  |Mew Ratio| Replaces | Voltage | Mew Speed | New Max Torque | Mew Dimensions in mm
9013288 211 | 255-9582 12v 223rpm TOmMNm 71.20x38x38
9013252 30:1 [ 255-9598 12v 155rpm 100mNm 71.20x38x38
9013291 60:1 [ 255-9605 12v 80rpm 200mNm 73.70x38x38
9013294 1051 [ 255-9611 12v 45rpm 300mNm 73.70x38x38
9013295 210:1 | 255-9627 12v 22rpm 600mNm 107.60x38x38
9013308 5251 [ 255-9649 12v 9rpm G00mNm 110.10%38x38
9013301 7501 [ 255-9655 12v Grpm 600mNm 110.10x%38x38
9013305 211 440-313 24y 223rpm T0mNm 71.20x38x38
9013314 301 440-329 24y 155rpm 100mNm 71.20x38x38
9013317 60:1 440-335 24y 80rpm 200mNm 73.70x38x38
9013311 105:1 | 440-341 24y 45rpm 300mNm 73.70x38x38
9013320 210:1 | 440-357 24y 22rpm G00mNm 107.60x%38x33
9013323 5251 | 440-363 24y Srpm 600mNm 110.10x%38x38
9013327 7801 | 440-379 24y Grpm G00mNm 110.10x%38x33
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Specifi cétions

ENGLISH

Core Construction Iron Core
Depﬂh 38mm
Geared Type Spur
Shaft Diameter 6mm
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