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FC splitter

Distribution of the AS-i voltage or the external 24 V supply

Electrical data
Electrical design AS-i/24V
Max. current load per module [mA] 8000

Environment

Ambient temperature [°C] -25...75
Protection IP 67
Housing materials PA 6 GF35 Grivory
Tightening torque [Nm] 1.65
Weight [ka] 0.026

Accessories

Accessories (optional) flat cable seal (E70413);
heat-shrink cap (E70113)

Remarks The flat cable cannot end in the splitter. Use a flat cable seal or
heat-shrink cap for sealing.

Pack quantity [piece] 1
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