Product datasheet KSA250AE4
Characteristics FLANGE FEED UNIT 250 A

8

%

Main 3
Range of product Canalis g
Product name KS g
Product or component type Flange feed unit §
°

BAR MATERIAL Aluminium s
Q

Product compatibility KS 2
[le] rated operational current 100 A 2
160 A 5

250 A ®

Mounting location Right E‘;
Left S

Colour White (RAL 9001) §
I

[}

Complementary S
Protection type Without protection 3
[Ue] rated operational voltage 230...690 V §
Connections - terminals Bar g
Control type Without 2
Number of circuits 1 g
Provided equipment End cover é
Mounting mode By screws g
Mounting support Busbar 2
Standards IEC 60439-2 z
IEC 61439-6 £

Width 261.5 mm g
Depth 81 mm 8
5

Height 294 mm é
Body material Metal g
Net weight 1.7 kg 2
-

£

S

g
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Environment

IP degree of protection

IP55 conforming to IEC 60529

IK degree of protection

IKO8 conforming to IEC 62262

Offer Sustainability

Sustainable offer status

Green Premium product

REACh Regulation

REACH free of SVHC Yes
EU RoHS Directive Compliant
Toxic heavy metal free Yes
Mercury free Yes

RoHS exemption information
China RoHS Regulation

Pro-active China RoHS declaration (out of China RoHS legal scope)

Environmental Disclosure

WEEE

The product must be disposed on European Union markets following specific waste collection and

never end up in rubbish bins

Halogen content performance

Contractual warranty

Halogen free product

Warranty

18 months



http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfReach&pid=1456679&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=1456679&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=1456679&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=exportPdfRoHsChina&pid=1456679&lang=en-us
https://download.schneider-electric.com/files?p_Doc_Ref=ENVPEP061106EN

Product datasheet
Dimensions Drawings

KSA250AE4

opl
2615

264
L

[ TS

55, | L85

floHab t.o.':.:-:jl
| - T
[

\\\\\\\\



