FIB0OX

Enclosing innovations

FIBOX TEMPO Tempo makes the change easy

Tempo product family is fully compatible with common
PVC boxes so changing your old box to high-quality Fibox
Tempo is very easy. Tempo is designed to save your

assembly costs. Make a change, switch ta Tempo.

B Dimensions and mouwnting pods compatible .
with commaon enclosures in the market

W Easy installation thanks lo low base

B Several wall mounting options

Rapid hinges can be installed in seconds W Plain cover Tor printing, stickers and switches
- saning lirre and costs. Hinges can be w=ed in W Variety of accessories
every side, left or right, up or down. No tools W Every Termpo enclasure includes rapid hinges Y
or holes needed for the instalistion. W Hinges allow using all cover screws,
maintsining good IP rating
W Wire sealing or sealing plugs for added
secutty

ENCLOSURES

W Large plain coves for printing Intornat dimansions Extomal ABS, ABS,
and stickers Enclosure Base Cover dimansions Geoy cover  Transparent cover
B Gy, RAL 7035 177x112x82 58 24 187 x 122 x 90 TAISI209 TAI912097
W Geoy or transparent cover 181 x 153 x 91 &7 24 201 x 163 x 98 TAZ01810 TAZON610T
W Hinges induded 228 x178x 100 76 24 240 x 191 x 107 TA241511  TA24181T
B ® 65, K07 278x226x00 76 24 289x239x107 | TAISZIN | TA29241T
W Cover scrows and mounting plato M x278x N0 -1 24 344 x289x 117 TA342912 TA342912T7

screws included

&

FP 0674 KN 3.9 x 9.5.10 SET

TECHNICAL INFORMATION ACCESSORIES
PROPERTY ABS Mounting plates & DINwails
Ingress Protection (EN £0529) P55
Impact Resistance (EN 62262) ¥ o7 Basa size Mounting piate DiNerail 35 short DiNerail 35 long
Temperature Fangs Colsius «30°. . .80°C =2 MP 1912 MiviIo DOH3
[shart term| Fahrenbeit 30" . 1S 2006 MP 2016 DHa ARH 2320
Tempenturs Range Cakslus «20°. . .60 2419 MP 2419 EXvi2 DR 210
fcontinuous) Fahrenteit «30°. . 180°F 2824 Mp 2924 DR 215 DR 265
Elsctrical nsutation Totaly insudatsa 2429 MP 3329 ARH 2328 DR 316
Light Groy Parts Colour RAL 7035; hndustry Groy
Transparent Clear PC Cover Transparent FPI0EYS Wall fastening lug + 2 pes indl. scrows
Cowmr Scrows Grey FEP 26150 Wall fastening covar plug
Cover Scrows Falyamida (PA) TS HIS SET Spacer set « for mounting piate MA/1Smm, 4 pcs
Gasiat PUR TSH30 SET Spacer set + for mounting plate MA30mm, 4 pcs
Flammatslity rating UL 94 K8 MBS HH Geoy cover scraw st « iz 1912 anly
Glow Wirs Test $IEC 695.2.1} 650°C MBS 18020 Gy cover scoow st
Nonetodoty Halogen Free MBS 14552 Gray wing head set + for cover scrow
Chamical Resistance * Good DPS 18553 Geoy sealing plug set » for cover soaw
THY Hinge set
CONFORMITY TO STANDARDS KN 3958 500 SET  Mounting soww set + 10 pes
Empty enclosuwres for low.-voliage saitchgear and MEI12189 Oraining plug
Control Gear Assomblies EN 62208:2003 [50298:1998) MB 10831 Ventilation devics IP 33

Dsta sutject 10 chargs withou! reticn,
*Cormull separate e material deta for mose detalbet idormation



DRAWINGS

Size
ambol AnB

MP 1912 165 x 105
P 2006 70 w140
MF 2419 216 x &7
P 2924 465 1 25
MF 3329 20k 265

Im acicition bo these dimensional drawings 20 CADWCAM =files, 30-CAD fikes and POF prmduct datashesds can be downboaded from wiens . fibao . coimi



