RS Tool Cabinet & Tool Module Kit

8335900
7 Drawer RS PLUS

* Sturdy and dependable construction, premium quality sheet steel.

* Elegant and durable electrostatic matt powder coated, scratch proof.

7 fully extendible drawers — compatible with tool modules inlays

e Each drawer can accommodate 3 EVA tool modules

* Smart-Lock™ system on every drawer preventing accidental opening while
the cabinet is on the move.

* Low friction telescopic ball bearing slides ensuring silk smooth operation.

¢ Central locking mechanism.

* Heavy duty oil proof rubber wheels, two fixed and two swivelling, one
with an emergency brake.

* Holders for spray cans and paper rolls.

* Recessed worktop with a high quality mat to ensure a convenient working area.
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CODE NO HxWxD / mm o
8335900  975x710x450  66.4



8335935
52pc 1/4” Drive Socket and Hex Key Set

RS TOOL MODULES

SIZE: 370 mm x 175 mm x 35 mm

8335913
15pc T-Handle & Ballpoint L Hex Key Set

8335925
12pc Ratcheting Combination Wrench Set

K10 (2.0, 2.5, 3.0, 4.0, 5.0, 6.0 mm) C-PLUS T-Handle Hexagon Keys
LT/900 (1.5, 2, 2.5, 3, 4,5, 6, 8, 10 mm) Ball End Hexagon L Key Set

CODE NO PIECES PRICE/€
8335913 15

8335919

10pc Precision Plier and

Screwdriver Set

H30S-110SB Electronics Diagonal Cutter (Oval Head-Standard)

H338-120 Electronics Short Needle Nose Pliers
(Toothed Gripping Surface)

H35S-140 Electronics Long Needle Nose Pliers

HO1 (1.5 x 60, 2.0 x 60, 2.5 x 80, 3.0 x 80 mm)
Electronics Slotted Screwdrivers

H02 (PHOO x 60, PHO x 60 mm) Electronics Phillips Screwdrivers
H41-06-0115 Tweezer (Stainless Steel)

CODE NO PIECES PRICE/€
8335919 10
8335922

16 Piece Combination Wrench Set

BO1(6,7,8,9,10,11,12,13, 14, 15,16, 17, 18, 19, 21, 22 mm)
Combination Wrenches

CODE NO PIECES
8335922 16

PRICE/€

B05 (8, 10, 11,12, 13, 14, 17,19 mm) C-GEAR Ratcheting
Combination Wrenches (Straight)

B05-14S (1/4”- 10 mm), B05-38S (3/8”- 13 mm),
B05-128 (1/2"- 19 mm) C-GEAR Socket Adaptors,
B05-14B (1/4”- 10 mm) C-GEAR Bit Adaptor

CODE NO PIECES PRICE/€
8335925 12

8335929

4pc Circlip Pliers Set

E65-44-0180 180 mm External Girclip Pliers (Straight-with Spring)
E66-44-0180 180 mm External Circlip Pliers (Bent-with Spiring)
E67-44-0180 180 mm Internal Circlip Pliers (Straight-without Spring)
E68-44-0180 180 mm Internal Circlip Pliers (Bent-without Spring)

CODE NO PIECES PRICE/€
8335929 4
¥ 3335931

3pc VDE Insulated Pliers Set

NS Ay

G10-18-0180 180 mm VDE 1000V Insulated Combination Pliers
G12-18-0160 160 mm VDE 1000V Insulated Diagonal Cutter
G15-18-0160 160 mm VDE 1000V Insulated Long Nose Pliers

CODE NO PIECES
8335931 3

PRICE/€

I

€01-12 1/4” Drive Quick Release Reversible Ratchet

C01-20 1/4” Drive Spinner Handle

€01-80 1/4” Drive Universal Joint

€01-40 1/4” Drive Sliding T-Handle (115 mm)

C01-70 1/4”” Drive Extension Bar (50, 150 mm)

C02-H (4,4.5,5,55,6,7,8,9,10, 11,12, 13 mm) 1/4” 6-Point Socket
C04-H (4,5,5.5,6,7,8,9,10, 11, 12, 13 mm) 1/4” 6-Point Deep Socket
C08-T (T10, T15, T20, T25, T30, T40) 1/4” Drive TORX Socket Bits
C08-H (3.0, 4.0, 5.0, 6.0, 8.0) 1/4” Drive Hexagon Socket Bits

C08-S (5.5 mm) 1/4” Drive Slotted Socket Bits

C08-PH (PH2) 1/4” Drive Phillips Socket Bits

C08-PZ (PZ2) 1/4” Drive Pozidriv Socket Bits

LT/9(15,2,25,3,4,5,6,8 10 mm) 9 Piece Hexagon L Key Set
(Short Arm-Matt Chrome)

CODE NO PIECES PRICE/€
8335935 52
8335938

3pc Pliers and Adjustable Wrench Set

E30-54-0250 250 mm Water Pump Pliers (Box Joint/PVC Sleeves)
E50-16-0240 240 mm Grip Plier (Curved Jaws)
B21-250B 250 mm Adj Wrench (Phosphated-PVC Grip)

CODE NO PIECES PRICE/€
8335938 3
¥ 3335941

7pc Insulated Slotted/PH Screwdriver Set

VAN B

601 (3.0x100, 4.0x100, 5.5x125, 6.5x150 mm)
C-PLUS VDE 1000V Insulated Slotted Screwdrivers

G02 (PH1x80, PH2x100 mm)
C-PLUS VDE 1000V Insulated Phillips Screwdrivers

6106 Voltage Tester (VDE Approved-Long)

CODE NO PIECES
8335941 7

PRICE/€

13



8335944
6pc Measuring and Cutting Tool Set

8335953
11pc Standard and Needle File Set

TOOL MODULES

8335966
2pc Climper and Stripper Set

G40-48 (145 mm) Multi-Purpose Electrician’s Shears
J06-250 (250 mm) English Pattern Snip

J45-07 Utility Knife (18 mm-Metal Body)

P05-0519 (5 m x 19 mm) Compact Tape Measure
P15-030 (30 cm) Stainless Steel Rule

P54-208 Feeler Gauge (20 Leaves - Metric)

CODE NO PIECES PRICE/€
8335944 6
8335947

39pc Slotted/PZ Screwdriver and Bit Set

F10 (3.0x75, 4.0x100, 5.5x125, 6.5x150 mm)
C-PLUS Slotted Screwdrivers

F17 (PZ1x80, PZ2x100 mm) C-PLUS Pozidriv Screwdrivers
F26/BT 1/4”x100 mm C-PLUS Bit Driver

CB/ST31 31 Piece Bit Set

6106 Voltage Tester (VDE Approved-Long)

CODE NO PIECES PRICE/€
8335947 39
8335950

23pc 1/2” Drive Socket Set with Ratchet
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€21-12 1/2” Drive Quick Release Reversible Ratchet
C21-70 1/2” Drive Extension Bars (125, 250 mm)
€21-80 1/2” Drive Universal Joint

€21-40 1/2” Drive Sliding T-Handle (250 mm)

C22-H (8,9, 10, 11,12, 13,14, 15, 16,17, 18, 19, 21, 22, 24,
27, 30, 32mm) 1/2” Drive 6-Point Sockets

CODE NO PIECES PRICE/€
8335950 23

14

J55-108H Hand File - Bastard, 200 mm
J56-108H Half Round File - Bastard, 200 mm
J57-108H Round File - Bastard, 200 mm
J58-108H Square File - Bastard, 200 mm
J59-108H Three Square File - Bastard, 200 mm

J75-R06 Needle File Set:

Flat File (7.3x1.8x160 mm), Hand File (7.3x1.8x160 mm),
Three Square File (3.4x160 mm), Round File (@ 4.0x160 mm),
Square File (5.0x160 mm), Half Round File (7.3x2.6x160 mm)

CODE NO PIECES PRICE/€
8335953 11
8335957

29pc 1/2” TORX/Hex/XZN Socket Bits Set
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C28S-T (T20, T25, T30, T40, T45, T50, T55, T60) x 30 mm
1/2” Drive TORX Socket Bits (Replaceable Bit) - Short

C28S-TL (T30, T40, T45, T50 ) x 75 mm

1/2” Drive TORX Socket Bits (Replaceable Bit) - Long
C28S-H (5, 6,7, 8,10, 12, 14 mm) x 30 mm

1/2” Drive Hexagon Socket Bits (Replaceable Bit) - Short
C28S-HL (6, 8,10, 12 mm) x 75 mm

1/2” Drive Hexagon Socket Bits (Replaceable Bit) - Long
C28S-X (M05, M06, M08, M10, M12 ) x 30 mm

1/2” Drive XZN Socket Bits (Replaceable Bit) - Short

L (2.5 mm) Hexagon L Key (Short Arm)

CODE NO PIECES PRICE/€
8335957 29

8335963

5 Division EVA Module

This module is especially useful to complete 2 drawer modules
to 3 modules, can be used for storage of fasteners such as
screws, nuts, washers etc.

CODE NO PIECES PRICE/€
8335963 -

E25-AT1 1/4” Drive Reversible Ratchet
E69-YT1 Automatic Wire Stripper

CODE NO PIECES PRICE/€
8335966 2

8335969

5pc Hand Riverter Set

R01-260 Hand Riveter, 4 x 20 (9 2,4 - 3,2 - 4.0 - 4,8 mm) Rivets

CODE NO PIECES PRICE/€
8335969 5
8335972

3pc Softgrip Pliers Set
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E01-41-0180 180 mm Combination Pliers (Polished Finish/DuoTech
Handles)

E06-41-0160 160 mm Diagonal Cutter (Polished Finish/DuoTech
Handles)

E15-41-0160 160 mm Long Nose Pliers (Polished Finish/DuoTech
Handles)

CODE NO PIECES PRICE/€
8335972 3



