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Datasheet
Bright Round Lost Head Nail 
500g 

Please view our full range listing below
RS Stock No             Size L x D (mm)       Approx Pack Count
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Self colour for internal use. Easily hidden, reduces timber deformation. 
Can be driven below the surface to conceal the fixing. 
Often used on floor & skirting boards.

1701633 40 x 2.36  380 
1701634 50 x 3.00  180  
1701635 65 x 3.35 120  
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