
 
 
 
 
 
 
 
 

 
 

 
 

The picture above is for reference only.  
 
Specifications: 
CONTACT MATERRIAL : Copper over Silver. 
RATING :  50mA/DC12V.(max.) (Resistive load) 
OPERATING LIFE : Push:30,000   Rotary : 10,000 
INSULATION RESISTANCE : 1,00MΩ  
CONTACT RESISTANCE : 200mΩ MAX. 
WITHSTANDING VOLTAGE: 100V AC for 1min. 
OPERATING TEMPERATURE: -20°C to 70°C. 
TRAVEL : ABOUT 0.55mm.(push) 
OPERATION PRESSURE : 
S1 / S3 = Push : 3N+/-1N ; Rotary : 3N+/-1.5N 
S2 = Push : 3N+/-1N ; Rotary : 1N+/-0.5N 
S4 = Push : 3N+/-1N ; Rotary : 0.8N+/-0.5N(MOM) 
S5 = Push : 3N+/-1N ; Rotary : 3N+/-1.5N(ON) ; 0.8N+/-0.5N(MOM)   

  

Datasheet 
RS PRO Sub-Miniature Pushbutton Switches 
Stock number: 175-8XXX / 175-9XXX / 176-09XX  
 (Details as follows) 
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RS Part no. 
175-8047 MTP-010 175-8080 MTP-035 

175-8094 MTP-011 175-9872, 
176-0918 MTP-036 

175-8093 MTP-013 175-9871, 
176-0917 MTP-037 

175-8092 MTP-015 175-9870, 
176-0916 MTP-040 

175-8091 MTP-016 175-9869, 
176-0915 MTP-041 

175-8090 MTP-017 175-9868, 
176-0914 MTP-043 

175-8089 MTP-020 175-9867, 
176-0913 MTP-045 

175-8088 MTP-021 175-9866, 
176-0912 MTP-046 

175-8087 MTP-023 175-9865, 
176-0910 MTP-047 

175-8086 MTP-025 175-9864, 
176-0909 MTP-050 

175-8085 MTP-026 175-9863, 
176-0908 MTP-051 

175-8071 MTP-027 175-9862, 
176-0907 MTP-053 

175-8083 MTP-030 175-9861, 
176-0906 MTP-055 

175-8095 MTP-031 175-9860, 
176-0905 MTP-056 

175-8081 MTP-033 175-9859, 
176-0904 MTP-057 

 

 

 

 
 
 
 
 
 
 
 
 
 
 
 
 



Specifications: 

 









 



 
 
CIRCUIT 

 
 



 


