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RS PRO Brass Metal Sheet 600mm x 
300mm, 0.9mm Thick 

RS Stock No: 841-1903 

 

 

 

 

 

 

 

 

 

 

 

      

RS PRO is the own brand of RS. The RS PRO Seal of Approval is your 
assurance of professional quality, a guarantee that every part is 
rigorously tested, inspected, and audited against demanding 
standards. Making RS PRO the Smart Choice for our customers. 

 

 

• Brass sheets 

• High-grade CZ108 

(CW508L) alpha alloy 

construction 

• Solid form 

• Width of 300 mm 

• Length of 600 mm 

• Thickness of 0.9 mm 

• Density of 8.44 g/cm³ 

• Hardness of 55 to 180 

HV 

• Thermal conductivity of 

116 W/mK 

• Tensile strength of 300 

to 550 Mpa 

      Features 
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These brass sheets from RS PRO can be readily drawn and formed for general-purpose applications where 
you'd require good bending properties, making it excellent for cold working. The sheets are easy to machine at 
low speeds and offer great weldability, making them suitable for soldering and brazing applications. 
 
Their superior quality CZ108 (CW508L) alpha alloy brass construction ensures good corrosion resistance. The 
sheets are 300 mm wide, 600 mm long and 0.9 mm thick, with a density of 8.44 g/cm³. As part of the RS PRO 
range, these metal sheets are rigorously tested for quality and consistency before receiving our seal of 
approval. 
 
You can use these sheets for general coppersmith applications for making chains, eyelets and rivets. 
Additionally, they're widely employed in the electrical industry for creating lamp-caps and switch components, 
as well as in the construction of radiators and heat exchangers. 

 

 

 

Length 600mm 

Material Brass 

Form Solid 

Width 300mm 

Thickness 0.9mm 

Material Grade CW508L/CZ108 

Density 8.44g/cm³ 

Hardness 55 to 180 HV 

Colour Yellow 

Adhesive Backing No 

Tensile Strength 300 to 550 Mpa 

Thermal Conductivity 116W/mK 

 

 

RS Stock no Product Name 

771-077 RS PRO Brass Sheet, 600 mm x 300 mm x 1.6 mm 

841-1906 RS PRO Brass Sheet, 600 mm x 300 mm x 0.45 mm 

873-2487 RS PRO Brass Sheet 600 mm x 300 mm x 1.2 mm 

841-1893 RS PRO Solid Brass Sheet, 600 mm x 300 mm x 0.7 mm 

681-918 RS PRO Solid Brass Sheet, 600 mm x 300 mm x 1.6 mm 

 

Specifications 

Product Description 
ATTRIBUTE 1 

Similar Products 


