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Cable feed-through sleeves, for cable diameters of 4 - 5 mm, a cable binder can be used as strain relief

Key commercial data

Packing unit 10 pc
Minimum order quantity 10 pc
RLLL T
Weight per Piece (excluding packing) 6.08 g
Custom tariff number 39269097
Country of origin Germany
Technical data
Ambient conditions
Degree of protection IP54
Ambient temperature (operation) -40°C ... 125°C
General
Material Thermoplastic rubber
Inflammability class according to UL 94 HB
Classifications
eCl@ss
eCl@ss 4.0 27141209
eCl@ss 4.1 27141209
eCl@ss 5.0 27149109
eCl@ss 5.1 27149109
eCl@ss 6.0 27149109
eCl@ss 7.0 27149109
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Classifications

ETIM

ETIM 2.0 EC000441
ETIM 3.0 EC000441
ETIM 4.0 EC000441
ETIM 5.0 EC000441

UNSPSC
UNSPSC 6.01 30211808
UNSPSC 7.0901 39121408
UNSPSC 11 39121408
UNSPSC 12.01 39121408
UNSPSC 13.2 39121408

Approvals

Approvals

Approvals

EAC

Ex Approvals

Approvals submitted

Approval details

EAC

Drawings

Dimensioned
drawing

Dimensional
drawing
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