7400SM HEXAGON METRIC

Standard length sockets, 3/8” square drive
Hex profile, metric sizes

Not suitable for machine operation

High performance alloy steel

High polished finish

Knurled

1ISC 2725/1174

DIN 3124/3120

17 15

7400SM-6 1092917 5 6 255 9.3

7400SM-7 1092924 5 7 255 10.9 17 15
7400SM-8 1092931 5 8 255 1.8 17 16
7400SM-9 1092948 5 9 255 13.4 17 19
7400SM-10 1092955 5 10 255 14.6 17 19
7400SM-11 1092962 5 1" 255 15.9 17 20
7400SM-12 1092979 5 12 255 17 17 22
7400SM-13 1092986 5 13 255 18.4 17 22
7400SM-14 1092993 5 14 27 19.6 18.4 23
7400SM-15 1093006 5 15 27 20.9 19 25
7400SM-16 1831127 5 16 27 22 20 25
7400SM-17 1093020 5 17 27 245 20 30
7400SM-18 1831134 5 18 27 245 20 30
7400SM-19 1093044 5 19 29 256 21 40
7400SM-20 3002570 5 20 29 26.8 24 63
7400SM-21 3002587 5 21 29 279 24 73
7400SM-22 3002594 5 22 31 29.6 26 78



