Tarauds de filetage

CARACTERISTIQU
ES

Idéal pour le
nettoyage et la
réparation des
filetages
endommagés ou
corrodés

Structure HSS des
piéces

Coupe facile et
propre dans les
meétaux

Peut étre utilisé avec
une clé a taraud ou
un outil électrique

Chaque piece est
étiguetée dans le
boitier pratique

Jeu de tarauds a filetage a
filetage a téte gauche RS Pro
HSS

Les produits homologués par RS vous apportent des pieces de
gualité professionnelle dans toutes les catégories de produits.

RS Components - Achetez ce produit sur https://uk.rs-online.com/ Page 1De 4



Tarauds de filetage R

Notre gamme de produits a été testée par des ingénieurs et fournit une qualité comparable aux
plus grandes marques sans avoir a payer un prix elevé.

Description du produit

Présentation du jeu de tarauds & main gauche de RS Pro. Ce jeu de haute qualité est doté de tous
les éléments essentiels d'équipement et d'accessoires nécessaires pour nettoyer ou couper de
nouveaux filetages sur les fixations, les orifices et bien plus encore. Le matériau HSS (acier haute
vitesse) facilite la coupe de matériaux plus durs avec précision et efficacité, de sorte que ce jeu est
idéal pour les artisans professionnels ou l'ingénierie générale et les applications automobiles.

Caractéristiques

Taille du filetage M12
Type Jeu de tarauds a filetage
Filetage standard Métrique

Tarauds : 3x M3 ; M4 ; M5 ; M6 ; M8 ; M10 ; M12,
Matrices rondes : M3 ; M4 ; M5 ; M6 ; M8 ; M10 ; M12

Contenu (25 x 9 mm), Clé a taraud : 1-1/2",
Porte-matrice : 25 x 9 mm, tournevis

Nombre de pieces 32

Standard ISO métrique

Applications Applications et réparation automobiles, ateliers

d'entretien général, bricolage, réparation de machines

Spécifications mécaniques

Matériau HSS
Taille de taraud maximale M12
Taille de taraud minimum M3
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Tarauds de filetage
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Tarauds de filetage
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DESCRIPTION

CONTENT

6681113 T705

TPC HES LEFT HAND TAF SET

150 HES Taps as Follows:

Package: Red Melal Box

B3, M4, M5 MG BB M10.M12, Left Hand, Metric Coarsa,Second Tap

H6E1118 Ta2

22PC HSS TAF SET

IS0 HES Taps as Follows, 3pcs per each size:
B3, M4, M5 MG MBEM10.M12; matric Coarse
Tpo Tap Wrench: Mo 112 (MEM12, 3M1671/27)
Fackage: Red Metal Box

GGA1125  [To322

J2PC HSS TAP AMD DIE 5ET

21pcs DIN352 HSS Taps &s Follows, 3pc each size :
MG, M, M5 MG RME M0 M12

B3, M4, M5 MG ME M0 M2
1pe Tap Wrench: Mol 1/2
1pc Die Holder 25X9mm

ipc Screwdrivar

Package: Grey Metal Bos

Tpcs DIM 223 HSS Round Dies 25X 9%mm, without split as Follows:

GEH1136 T9323

32PC HSS TAP AND DIE 3ET

21pcs DIN352 HSS Taps &8 Follows, 3pc each slze :
B3, M4, M5 ME BB MTO M2

B3, M4, M5 MG BB M0 M12
Tpe Tap Wrench: Mol 112

1pc Die Holder 25X89men

1pc Screwdrivar

Package: Grey Blow Mold Cagsa

Tpcs DIM 223 HSS Found Dies 25X%mnmm, withoul split as Follows:

BRETIZZ  [TH442

AAPC HES TAP AND DIE SET

21pes DIN3GS2 HSS Taps as Follows, Jpc each size
M3, M4, MG MG M3 M10M12

M3, M, MG, WS ME. M 10, W12

Tpc HSS Drills:2.5,3.3, 4.2 5.0,6.8.85 10.2mm
2pes Tap Wrench: Mo, Ne.2

Spes Dia Holder: No.J1, Mo.2 Mo 3, Nod, No5
1pc Screw Pitch

1pc Screwdriver

Package: Grey Metal Box

Tpes DIM 223 HSS Round Dies, without split as Follows:

BRET1ZS  (T9540

54PC H3S TAP AND DIE SET

35pes DIN3S2 HSS Taps as Follows, 3pc each size
M3, M4, RS MG ME M0 M1 2 M4, M1E M18,M20

M3, R4, MG WS ME M0 W12 M4 MTE M18 M20
2pcs Tap Wranch: No.1, Mo

fipcs Die Holder: Mo.1, Mo.2,No.3, No.4, Mo.5, No g
1pc Screw Pitch

1pe Screwdriver

Package: Grey Matal Box

11pes DIN 223 H5S Round Dies, without split as Follows:
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