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ntroduction & Page Contents

’7 Introduction
A

mphenol M2000 Series D-Sub Connectors are MIL Qualified & listed in QPL & meets

the requirement of MIL-DTL-24308.

M2000 Series D-Sub Connectors are subminiature rack & panel type with polarized
shell & having pin/socket machined contacts which provide high reliability & density for
the connectors. They are used in variety of applications due to it's versatile design

where weight & dimensions are constraint factor.

Applications:
* Military * Aerospace * Industrial
= Information System = Communication System
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echnical Characteristics - (MIL-DTL-24308 Connectors)

Characteristics Standard High Density
Shell Steel/Brass Steel/Brass
Material Insulator Glass-Filled Polyester UL 94-0 (Natural Colour) Glass—Filled Polyester UL 94-0 (Natural Colour)
Contact Copper Alloy Copper Alloy
- Shell Cadmium/Zinc/Nickel/Zinc Nickel/Gold Cadmium/Zinc/Nickel/Zinc Nickel/Gold
e Contact Gold Plating Gold Plating
Contact Rating 7.5A Max. 5.0A Max.
Test Voltage-Max 1000 Vrms 1000 Vrms
Electrical
Insulation Resistance | >5000 M Ohm >5000 M Ohm
Contact Resistance 7.3 m Ohm 12 m Ohm
Insertion/Removal Force| 4 Ib Max. 4 b Max.
Mechanical | Durability 500 Cycle 500 Cycle
Wire Gauge AWG 20-26 AWG 22-28
Temperature -55°Cto +125°C -55°C to + 125°C
Environmental | Salt Spray 48 Hrs. 48 Hrs.
Damp Heat 10 Days 10 Days

NOTES : FOR CONNECTOR WITH DAP INSERT PLEASE CONTACT FACTORY.




O rdering Information

Scope :
These connector covers the requirements for non-environmental, polarized shell, miniature, rack and panel
connectors having pin and socket, crimp (removable), solder (non-removable) contacts with rigid or float mounting,
designed for-55°C to +125°C operating temperature.

Ordering Information :

Amphenol M 24308 n -1 XX F

Connector Style :

O~NO O WN =
1

23 -
24 -

Socket Solder Cup Connector

Socket Crimp Type Connector

Plug Solder Cup Connector

Plug Crimp Type Connector

Socket Solder Cup Connector (With Non-magnetic Shell)
Socket Crimp Type Connector (With Non-magnetic Shell)
Plug Solder Cup Connector (With Non-magnetic Shell)
Plug Crimp Type Connector (With Non-magnetic Shell)

Socket Straight/Right Angle PC Tail Connector
Plug Straight/Right Angle PC Tail Connector

Shell Size : XX

Shell
Size

Insert Layout Refer Approved Part

Std. | HD Number List.

09 | 15 (Page Nos. 12 to 110)

15 | 26

25 | 44

37 | 62

OB |WIN|—~

50 | 78

- 104

Finish

Refer Approved Part Nos. List (Page No. 12 -110)
Dash Number ( Shell Size )

Connector Style

Specification Sheet Number

Military Designation

Manufacturer Logo

Finish :

For Class G (Magnetic)

F - Cadmium Yellow Passivation
Z - Zinc Yellow Passivation

K- Zinc Nickel Black Finish

For Class N (Non-magnetic)
F - Cadmium Yellow Passivation
Z- Zinc Yellow Passivation

For Class D (Magnetic)
Class D Connectors Have A Electroless Nickel
No Suffix Is Required

For Class M (Non- Magnetic Space Application)
Class M Connectors Have Gold Finish
No Suffix Is Required




eceptacle Assembly Exploded View (Crimp Type)

REAR SHELL

RETENTION CLIP

SOCKET CONTACT

REAR SHELL
RETENTION CLIP

PIN CONTACT
FRONT INSERT REARINSERT — \

FRONT SHELL




nsert Arrangement For Standard D-Sub Connectors
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nsert Arrangement For High Density D-Sub Connectors
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ecommended PCB Layout For Standard D-Sub Connectors
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ecommended PCB Layout For High Density Connectors
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anel Cut Out

PANEL CUT OUT:
1.D-Sub Connectors Are Designed For Rack And Panel Applications. Before Making The Panel Cut Out, Determine The

Number Of Pins In The Connector And Whether The Connector Has Floating Bushing, Then Using The Clearance
Dimensions Provided In Above Figure, Determine Whether You Are Going To Front Or Back Mount The Connector. Now
Make A Cut Out In The Panel Using The Dimension Shown In The Dimension Table.

H*

J*

w
A IE
3 3
ol =
(5°+1° F o<
K_RADIUS MOUNTI L (REAR
4 PLACES ING BLIND MaTE
( ) CONNECTOR

B

NOTES:
1.* PANEL CUT OUT CONFIGURATION WITH THESE DIMENSIONS PROVIDES CLEARANCE FOR MOUNTING CONNECTORS WITH CABLE

CLAMP ASSEMBLIES.
2. WHEN FRONT MOUNTING MIL-DTL-24308 CONNECTOR UTILIZING THE TAB METHOD OF SECURING SHELL HALVES, IT IS RECOMMENDED

TO UTILIZE A 0.81MM THICK WASHER (NOT SUPPLIED) TO PREVENT DEFORMATION OF THE CONNECTOR FLANGE.

PLUG-RECEPATCLE MATING

1 M SHELL SIZE DIMENSION ‘L’ MM(INCHES)
1,2 6.35-7.11 (.250-.280
3,4,5,6 6.12-6.88 (.241_.271)

RECEPTACLE PLUG

NOTE :
1.THE ‘L’ DIMENSION IS NECESSARY FOR FULL MATING OF CONNECTOR HALVES (FLANGE). THE DIMENSION MUST BE TAKEN

INTO CONSIDERATION WHEN DETERMINING THE METHOD OF MOUNTING, PANEL THICKNESS ETC.




anel Cut Out

Dimension Table :

NO. OF PINS MOUNTING METHOD DIMENSIONS IN MM(INCHES)
SHELL FRONT | WITH OR WITHOUT
size | STO- | HIGH |OR REAR|  FLOATING A B c D E F G He J* K
PANEL BUSHING
2301 | 1151 | 1384 | 693 | 2.24
WITH (.906) | (453) | (545) | (273) | (088) | - - 211
FRONT '
2220 | 11.10 | 13.03 | 653 | 3.05 _ _ | (0.083)
A N WITHOUT 24.99 | 1250 | (874) | (437) | (513) | (:257) | (120)
i (0.984) | (0.492)| 2129 | 1064 | 1222 | 612 | 224 | 843 | 1681
cEAR (838) | (419) | (481) | (241) | (088) | (332) | (662) | 3135
2047 | 1024 | 1140 | 572 | 305 | 762 | 16.00 | (132)
WITHOUT (806) | (403) | (449) | (225) | (120) | (033) | (630)
3134 | 1567 | 1384 | 693 | 2.24
WITH (1.234) | (617) | (545) | (273) | (088) | - - | o
FRONT '
3053 | 15.27 | 13.03 | 6.53 | 3.05 _ _ | (0.083)
, - " WITHOUT 33.32 | 16.66 | (1.202) | (.601) | (513) | (257) | (.120)
Wi (1.312) | (0.656) | 2962 | 14.81 | 1222 | 642 | 224 | 16.89 | 1681
- (1.166) | (:583) | (481) | (241) | (088) | (665) | (662) | 335
28.80 | 1440 | 1140 | 572 | 305 | 1582 | 16.00 | (132)
WITHOUT (1.134) | (567) | (449) | (225) | (120) | (623) | (630)
4509 | 2255 | 1384 | 693 | 2.24
WITH (1.775) | (888) | (545) | (273) | (088) | - ol PP
FRONT '
WITHOUT 4427 | 2215 | 13.03 | 653 | 3.05 _ _ | (0.083)
X ’e “ (1.743) | (872) | (513) | (257) | (120)
47.04 | 2352
WiTH 4333 | 2167 | 1222 | 612 | 224 | 3004 | 16.81
(1.842) | (0.926) | (1.706) | (.853) | (481) | (241) | (088) | (1.197)| (662) | 3.35
REAR
WITHOUT 4252 | 2126 | 1140 | 572 | 3.05 | 2959 | 16.00 | (132)
(1.674) | (837) | (449) | (225) | (120) | (1.165) | (.630)
WITH 6117 | 3078 | 1384 | 6.93 | 2.24
(2.423) | (1.212) | (545) | (273) | (088) | ~— = | o
FRONT
WITHOUT 60.73 | 30.38 | 13.03 | 653 | 3.05 ~ _ | (0.083)
. . 0 6350 | 3175 2391 ] (1196) | (513) | (257) | (120)
5079 | 29.90 | 1222 | 612 | 224 | 4686 | 16.81
2.500) | (1.250
- WITH (25000 (12500 > 'asa) | (1777) | (481) | (241) | (088) (1.845) | (662) | 335
WITHOUT 50.08 | 2954 | 1140 | 572 | 305 | 46.05 | 16.00 | (132)
(2.326) | (1.163) | (449) | (225) | (120) | (1.813) | (.630)
WITH 50.16 | 2959 | 16.64 | 833 | 2.24
ot (2.326) | (1.165) | (.655) | (.328) | (.088) | ~ = | o
WITHOUT 58.34 | 2018 | 1582 | 7.92 | 3.5 _ _ | (0083
5 50 78 61.11 | 3056 [(2.297) | (1.149) | (623) | (:312) | (.120)
WITH (2.408) | (1.203) | 57.15 | 2858 | 14.91 | 747 | 224 | 4420 | 1961
- (2.250) | (1.125) | (587) | (294) | (088) | (1.740) | (772) | 3235
WITHOUT 56.34 | 28.17 | 1410 | 7.06 | 3.05 | 43.38 | 18.80 | (132)
(2.218) | (1.109) | (.555) | (278) | (120) | (1.708) | (.740)
WITH 6231 | 3117 | 1821 | 912 | 224
ot (2.453) | (1227) | (717) | (359) | (088) | — = | o
WITHOUT 6149 | 30.76 | 1740 | 871 | 3.05 _ _ | (0.083)
63.50 | 31.75 | (2.421) | (1.211) | (.685) | (.343) | (.120)
6 - 104
WITH (2.500) | (1205) | 60.66 | 30.33 | 16.61 | 831 | 224 | 47.64 | 21.21
- (2.388) | (1.194) | (654) | (:327) | (088) | (1.875)| (835) | 335
WITHOUT 50.84 | 29.92 | 1579 | 7.90 | 3.05 | 46.81 | 2040 | (132)
(2.356) | (1.179) | (622) | (311) | (120) | (1.843) | (.803)




tandard Density Crimp Type - Socket Connector

-
B PIN 1 3.63 MIN.
a iH 2 T
7 YY) —E
al 4 _ N7\ WI 4 i A L s
; DY ‘ ‘
HOHD 7
\_ oo -~
17 | r
I~ _93.0540.13 L
N (2 HOLES) G 9.53 MAX.
2 K 3.30 REF.
1l I
MARKED CONN. ON c& |
FRONT SHELL CENTRALLY. . —
STD-THROUGH HOLE. ‘H FLOAT MOUNTING TYPE
DIMENSION TABLE :
STANDARD
SSHIEEL DENSITY ‘A’ IBY lc’ ID’ 5E, iF, ‘G’ IH! lJ’ 5K1 IL’
NO. OF PINS
1 0 3043 | 1621 | 2487 19.02 0.51
3119 | 1646 | 2512 1953 102
) 5 3876 | 2454 | 3320 27.25 0.51
3952 | 2479 | 3345 27.76 102
, s 5265 | 38.25 | 4691 | 7.67 | 1217 | 1064 | 605 | 41.02 | 1046 | 089 | 074
5342 | 3851 | 4747 | 803 | 1293 | 1115 | 630 | 4153 | 1097 | 152 | 125
68.94 | 5471 | 6337 57.45 074
4 8 69.70 | 5497 | 6363 5796 125
66.55 | 5230 | 60.99 | 10.62 | 14.99 5507 | 13.31 0.74
5 50 6731 | 5255 | 6124 | 1087 | 1575 5558 | 13.82 125
NOTE:
1. CONTACT SHOWS ONLY FOR REFERENCE
0.7120.20 +0.13
FLOAT FOR MISALIGNMENT 218-0.00
OVERALL FREE
N( ! 1 FLOAT 0.20+0.10

WITH SWAGED END ON
FRONTSIDE OF ASSEMBLY

0.71£0.20
FLOAT FOR
MISALIGNMENT OVERALL FREE

; ; FLOAT 0.20£0.10

D
WITH SWAGED END ON
DETAIL B FLOATING  BACKSIDE OF ASSEMBLY

MOUNTING BUSHING

0.78+0.13
305+025

1.78+1.0

ALTERNATE METHOD OF

0.710.20
FLOAT FOR

OVERALL FREE +0.13

w| ™
SECURING SHELL HALVES AT R OVERALL FREE. B ,om
8 8
S N
] ™| O
DETAIL C
+0.13 REVERSE FLOATING
% 9 218.000 MOUNTING BUSHING
-k
8 DETAIL D
R DUAL FLOATING MOUNTING BUSHING




igh Density Crimp Type-Socket Connector

D-SUB SOCKET CONNECTOR ASSEMBLY WITH CRIMP SOCKET CONTACT (15 TO 104 PIN)

-
3.63 MIN.
J
” -E—-—-}— S
)
#3.05:0.13 L
(2 HOLES) ‘G 9.53 MAX.
2 £ 3.30 REF.
3
3 N/
[s2]
Q
’;— —_
|
f ! | 11 1
\7L¢_‘ s
MARKED CONN. ON | )
FRONT SHELL CENTRALLY. LL4
STD-THROUGH HOLE. “ FLOAT MOUNTING TYPE
DIMENSION TABLE:
HIGH
SsHIEEL DENSITY IA’ lB’ lc’ ED’ EE’ SF’ IG’ ‘H’ ‘J.’ EK’ ‘LY
NO. OF PINS
1 5 3043 | 1621 | 24.87 19.02 0.51
3119 | 1646 | 2512 19.53 102
) ” 38.76 | 2454 | 33.20 27.25 0.51
3052 | 2479 | 3345 27.76 102
X “ 5265 | 3825 | 4691 | 7.67 | 1217 | 1064 | 605 | 4102 | 1046 | 089 | 074
5342 | 3851 | 4747 | 803 | 1293 | 1115 | 630 | 4153 | 1097 | 152 | 125
68.94 | 5471 | 63.37 57.45 0.74
4 62 69.70 | 5497 | 6363 57.96 125
6655 | 5230 | 60.99 | 1062 | 14.99 5507 | 13.31 0.74
5 8 67.31 | 5255 | 6124 | 10.87 | 1575 5558 | 13.82 125
68.04 | 5547 | 6337 | 12.19 | 16.59 58.22 | 14.88 074
6 104 6970 | 55.73 | 6363 | 1245 | 17.35 5872 | 1539 125
NOTE: 1. CONTACT SHOWS ONLY FOR REFERENCE
0.7120.20 +0.13
FLOAT FOR MISALIGNMENT 218-0.00
OVERALL FREE

N[ T ] FLOAT 0.20+0.10

WITH SWAGED END ON
0.71+0.20 FRONTSIDE OF ASSEMBLY
WITH SWAGED END ON FLOAT FOR

DETAIL B FLOATING  BACKSIDE OF ASSEMBLY  MISALIGNMENT OVERALL FREE

MOUNTING BUSHING g a FLOAT 0.200.10

1.78+1.0

ALTERNATE METHOD OF
SECURING SHELL HALVES

0.78+0.13
305+025

OVERALL FREE +0.13

0| ™
MISALIGNMENT FLOAT 0.20£0.10 3 g 218-000
8 B
o N
] ™| O
DETAIL C
+0.13 REVERSE FLOATING
% 9 218.000 MOUNTING BUSHING
=| 9
o| o
8 5 DETAIL D
@ DUAL FLOATING MOUNTING BUSHING




2>

pproved Part List QPL Crimp Socket Connector (With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Ng. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
1 M24308/2-1F M2000/2-1F Standard 9 v x M24308/2-1F
2 M24308/2-2F M2000/2-2F Standard 15 4 x M24308/2-2F
3 M24308/2-3F M2000/2-3F Standard 25 v x M24308/2-3F
4 M24308/2-4F M2000/2-4F Standard 37 4 x M24308/2-4F
5 M24308/2-5F M2000/2-5F Standard 50 v x M24308/2-5F
6 M24308/2-6F M2000/2-6F Standard 9 v v M24308/2-1F
7 M24308/2-7F M2000/2-7F Standard 15 v v M24308/2-2F
8 M24308/2-8F M2000/2-8F Standard 25 v v M24308/2-3F
9 M24308/2-9F M2000/2-9F Standard 37 v v M24308/2-4F
10 M24308/2-10F M2000/2-10F Standard 50 v v M24308/2-5F
11 M24308/2-281F M2000/2-281F Standard 9 x x M24308/2-1F
12 M24308/2-282F M2000/2-282F Standard 15 x x M24308/2-2F
13 M24308/2-283F M2000/2-283F Standard 25 x x M24308/2-3F
14 M24308/2-284F M2000/2-284F Standard 37 x x M24308/2-4F
15 M24308/2-285F M2000/2-285F Standard 50 x x M24308/2-5F
16 M24308/2-11F M2000/2-11F High Density 15 v x M24308/2-11F
17 M24308/2-12F M2000/2-12F High Density 26 v x M24308/2-12F
18 M24308/2-13F M2000/2-13F High Density 44 v x M24308/2-13F
19 M24308/2-14F M2000/2-14F High Density 62 v x M24308/2-14F
20 M24308/2-15F M2000/2-15F High Density 78 v x M24308/2-15F
21 M24308/2-16F M2000/2-16F High Density 104 v x M24308/2-16F
22 M24308/2-17F M2000/2-17F High Density 15 v v M24308/2-11F
23 M24308/2-18F M2000/2-18F High Density 26 v v M24308/2-12F
24 M24308/2-19F M2000/2-19F High Density 44 v v M24308/2-13F
25 M24308/2-20F M2000/2-20F High Density 62 v v M24308/2-14F
26 M24308/2-21F M2000/2-21F High Density 78 v 4 M24308/2-15F
27 M24308/2-22F M2000/2-22F High Density 104 v 4 M24308/2-16F
28 M24308/2-286F M2000/2-286F High Density 15 x x M24308/2-11F
29 M24308/2-287F M2000/2-287F High Density 26 x x M24308/2-12F
30 M24308/2-288F M2000/2-288F High Density 44 x x M24308/2-13F
31 M24308/2-289F M2000/2-289F High Density 62 x x M24308/2-14F
32 M24308/2-290F M2000/2-290F High Density 78 x x M24308/2-15F
33 M24308/2-291F M2000/2-291F High Density 104 x x M24308/2-16F

v — Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Socket Connector (With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Ng. of Crimp I R Tool Marking On The
No. Designation Designation Pins Contact Connector
34 M24308/2-12 M2000/2-1Z Standard 9 v x M24308/2-12
35 M24308/2-2Z M2000/2-2Z Standard 15 v x M24308/2-2Z
36 M24308/2-32 M2000/2-3Z Standard 25 v x M24308/2-32
37 M24308/2-4Z M2000/2-4Z Standard 37 v x M24308/2-4Z
38 M24308/2-52 M2000/2-5Z Standard 50 v x M24308/2-52
39 M24308/2-6Z M2000/2-6Z Standard 9 v v M24308/2-1Z
40 M24308/2-72 M2000/2-7Z Standard 15 4 v M24308/2-2Z
41 M24308/2-8Z M2000/2-8Z Standard 25 v v M24308/2-32
42 M24308/2-92 M2000/2-92 Standard 37 v v M24308/2-42
43 M24308/2-10Z M2000/2-10Z Standard 50 v v M24308/2-52
44 M24308/2-2812 M2000/2-281Z Standard 9 x x M24308/2-12
45 M24308/2-282Z M2000/2-282Z Standard 15 x x M24308/2-2Z
46 M24308/2-2832 M2000/2-283Z Standard 25 x x M24308/2-32
47 M24308/2-284Z M2000/2-284Z Standard 37 x x M24308/2-42
48 M24308/2-2852 M2000/2-2852 Standard 50 x x M24308/2-52
49 M24308/2-11Z M2000/2-11Z High Density 15 v x M24308/2-11Z
50 M24308/2-12Z M2000/2-12Z High Density 26 v x M24308/2-12Z
51 M24308/2-13Z M2000/2-13Z High Density 44 v x M24308/2-13Z
52 M24308/2-14Z M2000/2-142 High Density 62 v x M24308/2-14Z
53 M24308/2-15Z M2000/2-15Z High Density 78 v x M24308/2-15Z
54 M24308/2-16Z M2000/2-16Z High Density 104 v x M24308/2-16Z
55 M24308/2-17Z M2000/2-17Z High Density 15 v v M24308/2-11Z
56 M24308/2-182 M2000/2-18Z High Density 26 v v M24308/2-12Z
57 M24308/2-19Z M2000/2-19Z High Density 44 v v M24308/2-13Z
58 M24308/2-20Z M2000/2-20Z High Density 62 v v M24308/2-14Z
59 M24308/2-21Z M2000/2-21Z High Density 78 4 4 M24308/2-15Z
60 M24308/2-22Z M2000/2-22Z High Density 104 v v M24308/2-16Z
61 M24308/2-286Z M2000/2-286Z High Density 15 x x M24308/2-11Z
62 M24308/2-287Z M2000/2-287Z High Density 26 x x M24308/2-12Z
63 M24308/2-288Z M2000/2-288Z High Density 44 x x M24308/2-13Z
64 M24308/2-289Z M2000/2-289Z High Density 62 x x M24308/2-14Z
65 M24308/2-290Z M2000/2-290Z High Density 78 x x M24308/2-15Z
66 M24308/2-291Z M2000/2-291Z High Density 104 x x M24308/2-16Z

v — Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Socket Connector (With Magnetic Shell)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
67 M24308/2-1K M2000/2-1K Standard 9 v x M24308/2-1K
68 M24308/2-2K M2000/2-2K Standard 15 v x M24308/2-2K
69 M24308/2-3K M2000/2-3K Standard 25 v x M24308/2-3K
70 M24308/2-4K M2000/2-4K Standard 37 4 x M24308/2-4K
71 M24308/2-5K M2000/2-5K Standard 50 v x M24308/2-5K
72 M24308/2-6K M2000/2-6K Standard 9 v v M24308/2-1K
73 M24308/2-7K M2000/2-7K Standard 15 v 4 M24308/2-2K
74 M24308/2-8K M2000/2-8K Standard 25 v v M24308/2-3K
75 M24308/2-9K M2000/2-9K Standard 37 v v M24308/2-4K
76 M24308/2-10K M2000/2-10K Standard 50 v v M24308/2-5K
77 M24308/2-281K M2000/2-281K Standard 9 x x M24308/2-1K
78 M24308/2-282K M2000/2-282K Standard 15 x x M24308/2-2K
79 M24308/2-283K M2000/2-283K Standard 25 x x M24308/2-3K
80 M24308/2-284K M2000/2-284K Standard 37 x x M24308/2-4K
81 M24308/2-285K M2000/2-285K Standard 50 x x M24308/2-5K
82 M24308/2-11K M2000/2-11K High Density 15 v x M24308/2-11K
83 M24308/2-12K M2000/2-12K High Density 26 v x M24308/2-12K
84 M24308/2-13K M2000/2-13K High Density 44 v x M24308/2-13K
85 M24308/2-14K M2000/2-14K High Density 62 v x M24308/2-14K
86 M24308/2-15K M2000/2-15K High Density 78 v x M24308/2-15K
87 M24308/2-16K M2000/2-16K High Density 104 v x M24308/2-16K
88 M24308/2-17K M2000/2-17K High Density 15 v 4 M24308/2-11K
89 M24308/2-18K M2000/2-18K High Density 26 v 4 M24308/2-12K
20 M24308/2-19K M2000/2-19K High Density 44 v v M24308/2-13K
91 M24308/2-20K M2000/2-20K High Density 62 v 4 M24308/2-14K
92 M24308/2-21K M2000/2-21K High Density 78 v 4 M24308/2-15K
93 M24308/2-22K M2000/2-22K High Density 104 v 4 M24308/2-16K
94 M24308/2-286K M2000/2-286K High Density 15 x x M24308/2-11K
95 M24308/2-287K M2000/2-287K High Density 26 x x M24308/2-12K
96 M24308/2-288K M2000/2-288K High Density 44 x x M24308/2-13K
97 M24308/2-289K M2000/2-289K High Density 62 x x M24308/2-14K
98 M24308/2-290K M2000/2-290K High Density 78 x x M24308/2-15K
99 M24308/2-291K M2000/2-291K High Density 104 x x M24308/2-16K

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector (Class ‘D" Connector)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
100 M24308/2-516 M2000/2-516 Standard 9 v x M24308/2-516
101 M24308/2-517 M2000/2-517 Standard 15 v x M24308/2-517
102 M24308/2-518 M2000/2-518 Standard 25 v x M24308/2-518
103 M24308/2-519 M2000/2-519 Standard 37 4 x M24308/2-519
104 M24308/2-520 M2000/2-520 Standard 50 v x M24308/2-520
105 M24308/2-521 M2000/2-521 Standard 9 v v M24308/2-516
106 M24308/2-522 M2000/2-522 Standard 15 v 4 M24308/2-517
107 M24308/2-523 M2000/2-523 Standard 25 v v M24308/2-518
108 M24308/2-524 M2000/2-524 Standard 37 v v M24308/2-519
109 M24308/2-525 M2000/2-525 Standard 50 v v M24308/2-520
110 M24308/2-560 M2000/2-560 Standard 9 x x M24308/2-516
111 M24308/2-561 M2000/2-561 Standard 15 x x M24308/2-517
112 M24308/2-562 M2000/2-562 Standard 25 x x M24308/2-518
113 M24308/2-563 M2000/2-563 Standard 37 x x M24308/2-519
114 M24308/2-564 M2000/2-564 Standard 50 x x M24308/2-520
115 M24308/2-526 M2000/2-526 High Density 15 v x M24308/2-526
116 M24308/2-527 M2000/2-527 High Density 26 v x M24308/2-527
17 M24308/2-528 M2000/2-528 High Density 44 v x M24308/2-528
118 M24308/2-529 M2000/2-529 High Density 62 v x M24308/2-529
119 M24308/2-530 M2000/2-530 High Density 78 v x M24308/2-530
120 M24308/2-531 M2000/2-531 High Density 104 v x M24308/2-531
121 M24308/2-532 M2000/2-532 High Density 15 v v M24308/2-526
122 M24308/2-533 M2000/2-533 High Density 26 v 4 M24308/2-527
123 M24308/2-534 M2000/2-534 High Density 44 v v M24308/2-528
124 M24308/2-535 M2000/2-535 High Density 62 v v M24308/2-529
125 M24308/2-536 M2000/2-536 High Density 78 v v M24308/2-530
126 M24308/2-537 M2000/2-537 High Density 104 v 4 M24308/2-531
127 M24308/2-565 M2000/2-565 High Density 15 x x M24308/2-526
128 M24308/2-566 M2000/2-566 High Density 26 x x M24308/2-527
129 M24308/2-567 M2000/2-567 High Density 44 x x M24308/2-528
130 M24308/2-568 M2000/2-568 High Density 62 x x M24308/2-529
131 M24308/2-569 M2000/2-569 High Density 78 x x M24308/2-530
132 M24308/2-570 M2000/2-570 High Density 104 x x M24308/2-531

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector (With Non-Magnetic Shell)

Sr. M.ilitar)f Manulfactu'rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
1 M24308/6-1F M2000/6-1F Standard 9 v x M24308/6-1F
2 M24308/6-2F M2000/6-2F Standard 15 v x M24308/6-2F
3 M24308/6-3F M2000/6-3F Standard 25 v x M24308/6-3F
4 M24308/6-4F M2000/6-4F Standard 37 v x M24308/6-4F
5 M24308/6-5F M2000/6-5F Standard 50 v x M24308/6-5F
6 M24308/6-6F M2000/6-6F Standard 9 v v M24308/6-1F
7 M24308/6-7F M2000/6-7F Standard 15 v v M24308/6-2F
8 M24308/6-8F M2000/6-8F Standard 25 v v M24308/6-3F
9 M24308/6-9F M2000/6-9F Standard 37 v v M24308/6-4F
10 M24308/6-10F M2000/6-10F Standard 50 v v M24308/6-5F
1 M24308/6-281F M2000/6-281F Standard 9 x x M24308/6-1F
12 M24308/6-282F M2000/6-282F Standard 15 x x M24308/6-2F
13 M24308/6-283F M2000/6-283F Standard 25 x x M24308/6-3F
14 M24308/6-284F M2000/6-284F Standard 37 x x M24308/6-4F
15 M24308/6-285F M2000/6-285F Standard 50 x x M24308/6-5F
16 M24308/6-11F M2000/6-11F High Density 15 v x M24308/6-11F
17 M24308/6-12F M2000/6-12F High Density 26 v x M24308/6-12F
18 M24308/6-13F M2000/6-13F High Density 44 v x M24308/6-13F
19 M24308/6-14F M2000/6-14F High Density 62 v x M24308/6-14F
20 M24308/6-15F M2000/6-15F High Density 78 v x M24308/6-15F
21 M24308/6-16F M2000/6-16F High Density 104 v x M24308/6-16F
22 M24308/6-17F M2000/6-17F High Density 15 v v M24308/6-11F
23 M24308/6-18F M2000/6-18F High Density 26 v 4 M24308/6-12F
24 M24308/6-19F M2000/6-19F High Density 44 v v M24308/6-13F
25 M24308/6-20F M2000/6-20F High Density 62 v v M24308/6-14F
26 M24308/6-21F M2000/6-21F High Density 78 v 4 M24308/6-15F
27 M24308/6-22F M2000/6-22F High Density 104 v v M24308/6-16F
28 M24308/6-286F M2000/6-286F High Density 15 x x M24308/6-11F
29 M24308/6-287F M2000/6-287F High Density 26 x x M24308/6-12F
30 M24308/6-288F M2000/6-288F High Density 44 x x M24308/6-13F
31 M24308/6-289F M2000/6-289F High Density 62 x x M24308/6-14F
32 M24308/6-290F M2000/6-290F High Density 78 x x M24308/6-15F
33 M24308/6-291F M2000/6-291F High Density 104 x x M24308/6-16F

v — Included with connector

¥ — Not included with connector




A pproved Part List QPL Crimp Socket Connector (With Non-Magnetic Shell)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
34 M24308/6-1Z M2000/6-1Z Standard 9 v x M24308/6-1Z
35 M24308/6-2Z M2000/6-2Z Standard 15 v x M24308/6-2Z
36 M24308/6-3Z M2000/6-3Z Standard 25 v x M24308/6-3Z
37 M24308/6-4Z M2000/6-4Z Standard 37 v x M24308/6-4Z
38 M24308/6-52 M2000/6-5Z Standard 50 v x M24308/6-5Z
39 M24308/6-6Z M2000/6-6Z Standard 9 v v M24308/6-1Z
40 M24308/6-72 M2000/6-7Z Standard 15 v v M24308/6-2Z
41 M24308/6-8Z M2000/6-8Z Standard 25 v v M24308/6-3Z
42 M24308/6-92 M2000/6-92 Standard 37 v v M24308/6-4Z
43 M24308/6-10Z M2000/6-10Z Standard 50 4 v M24308/6-52
44 M24308/6-281Z M2000/6-281Z Standard 9 x x M24308/6-1Z
45 M24308/6-282Z M2000/6-282Z Standard 15 x x M24308/6-2Z
46 M24308/6-283Z M2000/6-283Z Standard 25 x x M24308/6-3Z
47 M24308/6-284Z M2000/6-284Z Standard 37 x x M24308/6-42
48 M24308/6-285Z M2000/6-285Z Standard 50 x x M24308/6-52
49 M24308/6-11Z M2000/6-11Z High Density 15 v x M24308/6-11Z
50 M24308/6-12Z M2000/6-12Z High Density 26 v x M24308/6-12Z
51 M24308/6-13Z M2000/6-13Z High Density 44 v x M24308/6-13Z
52 M24308/6-14Z M2000/6-14Z High Density 62 v x M24308/6-14Z
53 M24308/6-15Z M2000/6-15Z High Density 78 v x M24308/6-15Z
54 M24308/6-16Z M2000/6-16Z High Density 104 v x M24308/6-16Z
55 M24308/6-17Z M2000/6-17Z High Density 15 v v M24308/6-11Z
56 M24308/6-18Z M2000/6-18Z High Density 26 v v M24308/6-12Z
57 M24308/6-19Z M2000/6-19Z High Density 44 v v M24308/6-13Z
58 M24308/6-20Z M2000/6-20Z High Density 62 v v M24308/6-14Z
59 M24308/6-21Z M2000/6-21Z High Density 78 v v M24308/6-15Z
60 M24308/6-22Z M2000/6-22Z High Density 104 v v M24308/6-16Z
61 M24308/6-286Z M2000/6-286Z High Density 15 x x M24308/6-11Z
62 M24308/6-287Z M2000/6-287Z High Density 26 x x M24308/6-12Z
63 M24308/6-288Z M2000/6-2882 High Density 44 x x M24308/6-13Z
64 M24308/6-289Z M2000/6-289Z High Density 62 x x M24308/6-14Z
65 M24308/6-290Z M2000/6-290Z High Density 78 x x M24308/6-15Z
66 M24308/6-291Z M2000/6-291Z High Density 104 x x M24308/6-16Z

v~ Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Socket Connector (Class ‘M’ Connector)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp IR Tool Marking On The
No. Designation Designation Pins Contact Connector
67 M24308/6-502 M2000/6-502 Standard 9 v x M24308/6-502
68 M24308/6-503 M2000/6-503 Standard 15 v x M24308/6-503
69 M24308/6-504 M2000/6-504 Standard 25 v x M24308/6-504
70 M24308/6-505 M2000/6-505 Standard 37 v x M24308/6-505
7 M24308/6-506 M2000/6-506 Standard 50 v x M24308/6-506
72 M24308/6-507 M2000/6-507 Standard 9 v v M24308/6-502
73 M24308/6-508 M2000/6-508 Standard 15 v v M24308/6-503
74 M24308/6-509 M2000/6-509 Standard 25 v v M24308/6-504
75 M24308/6-510 M2000/6-510 Standard 37 v v M24308/6-505
76 M24308/6-511 M2000/6-511 Standard 50 v v M24308/6-506
7 M24308/6-540 M2000/6-540 Standard 9 x x M24308/6-502
78 M24308/6-541 M2000/6-541 Standard 15 x x M24308/6-503
79 M24308/6-542 M2000/6-542 Standard 25 x x M24308/6-504
80 M24308/6-543 M2000/6-543 Standard 37 x x M24308/6-505
81 M24308/6-544 M2000/6-544 Standard 50 x x M24308/6-506
82 M24308/6-512 M2000/6-512 High Density 15 v x M24308/6-512
83 M24308/6-513 M2000/6-513 High Density 26 v x M24308/6-513
84 M24308/6-514 M2000/6-514 High Density 44 v x M24308/6-514
85 M24308/6-515 M2000/6-515 High Density 62 v x M24308/6-515
86 M24308/6-516 M2000/6-516 High Density 78 v x M24308/6-516
87 M24308/6-517 M2000/6-517 High Density 104 v x M24308/6-517
88 M24308/6-518 M2000/6-518 High Density 15 v v M24308/6-512
89 M24308/6-519 M2000/6-519 High Density 26 v 4 M24308/6-513
90 M24308/6-520 M2000/6-520 High Density 44 v v M24308/6-514
9N M24308/6-521 M2000/6-521 High Density 62 v v M24308/6-515
92 M24308/6-522 M2000/6-522 High Density 78 v 4 M24308/6-516
93 M24308/6-523 M2000/6-523 High Density 104 v v M24308/6-517
94 M24308/6-545 M2000/6-545 High Density 15 x x M24308/6-512
95 M24308/6-546 M2000/6-546 High Density 26 x x M24308/6-513
96 M24308/6-547 M2000/6-547 High Density 44 x x M24308/6-514
97 M24308/6-548 M2000/6-548 High Density 62 x x M24308/6-515
98 M24308/6-549 M2000/6-549 High Density 78 x x M24308/6-516
99 M24308/6-550 M2000/6-550 High Density 104 x x M24308/6-517

v~ Included with connector

¥ — Not included with connector




1>

pproved Part List QPL Crimp Socket Connector (Float Mount With Magnetic Shell)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
1 M24308/2-23F M2000/2-23F Standard 9 v x M24308/2-23F
2 M24308/2-24F M2000/2-24F Standard 15 v x M24308/2-24F
3 M24308/2-25F M2000/2-25F Standard 25 v x M24308/2-25F
4 M24308/2-26F M2000/2-26F Standard 37 v x M24308/2-26F
5 M24308/2-27F M2000/2-27F Standard 50 v x M24308/2-27F
6 M24308/2-34F M2000/2-34F Standard 9 v v M24308/2-23F
7 M24308/2-35F M2000/2-35F Standard 15 v 4 M24308/2-24F
8 M24308/2-36F M2000/2-36F Standard 25 v v M24308/2-25F
9 M24308/2-37F M2000/2-37F Standard 37 v 4 M24308/2-26F
10 M24308/2-38F M2000/2-38F Standard 50 v v M24308/2-27F
11 M24308/2-292F M2000/2-292F Standard 9 x x M24308/2-23F
12 M24308/2-293F M2000/2-293F Standard 15 x x M24308/2-24F
13 M24308/2-294F M2000/2-294F Standard 25 x x M24308/2-25F
14 M24308/2-295F M2000/2-295F Standard 37 x x M24308/2-26F
15 M24308/2-296F M2000/2-296F Standard 50 x x M24308/2-27F
16 M24308/2-28F M2000/2-28F High Density 15 v x M24308/2-28F
17 M24308/2-29F M2000/2-29F High Density 26 v x M24308/2-29F
18 M24308/2-30F M2000/2-30F High Density 44 v x M24308/2-30F
19 M24308/2-31F M2000/2-31F High Density 62 v x M24308/2-31F
20 M24308/2-32F M2000/2-32F High Density 78 v x M24308/2-32F
21 M24308/2-33F M2000/2-33F High Density 104 v x M24308/2-33F
22 M24308/2-39F M2000/2-39F High Density 15 v 4 M24308/2-28F
23 M24308/2-40F M2000/2-40F High Density 26 v 4 M24308/2-29F
24 M24308/2-41F M2000/2-41F High Density 44 v v M24308/2-30F
25 M24308/2-42F M2000/2-42F High Density 62 v 4 M24308/2-31F
26 M24308/2-43F M2000/2-43F High Density 78 v 4 M24308/2-32F
27 M24308/2-44F M2000/2-44F High Density 104 v 4 M24308/2-33F
28 M24308/2-297F M2000/2-297F High Density 15 x x M24308/2-28F
29 M24308/2-298F M2000/2-298F High Density 26 x x M24308/2-29F
30 M24308/2-299F M2000/2-299F High Density 44 x x M24308/2-30F
31 M24308/2-300F M2000/2-300F High Density 62 x x M24308/2-31F
32 M24308/2-301F M2000/2-301F High Density 78 x x M24308/2-32F

v~ Included with connector
¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector (Float Mount With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Ng. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
33 M24308/2-302F M2000/2-302F High Density 104 x x M24308/2-33F
34 M24308/2-335F M2000/2-335F Standard 25 v x M24308/2-335F
35 M24308/2-336F M2000/2-336F Standard 37 v x M24308/2-336F
36 M24308/2-341F M2000/2-341F Standard 15 v x M24308/2-341F
37 M24308/2-342F M2000/2-342F Standard 9 4 x M24308/2-342F
38 M24308/2-343F M2000/2-343F Standard 15 v x M24308/2-343F
39 M24308/2-344F M2000/2-344F Standard 25 v x M24308/2-344F
40 M24308/2-345F M2000/2-345F Standard 37 v x M24308/2-345F
41 M24308/2-346F M2000/2-346F Standard 50 4 x M24308/2-346F
42 M24308/2-353F M2000/2-353F Standard 9 v v M24308/2-342F
43 M24308/2-354F M2000/2-354F Standard 15 4 v M24308/2-343F
44 M24308/2-355F M2000/2-355F Standard 25 v v M24308/2-344F
45 M24308/2-356F M2000/2-356F Standard 37 v v M24308/2-345F
46 M24308/2-357F M2000/2-357F Standard 50 v v M24308/2-346F
a7 M24308/2-482F M2000/2-482F Standard 9 x x M24308/2-342F
48 M24308/2-483F M2000/2-483F Standard 15 x x M24308/2-343F
49 M24308/2-484F M2000/2-484F Standard 25 x x M24308/2-344F
50 M24308/2-485F M2000/2-485F Standard 37 x x M24308/2-345F
51 M24308/2-486F M2000/2-486F Standard 50 x x M24308/2-346F
52 M24308/2-347F M2000/2-347F High Density 15 v x M24308/2-347F
53 M24308/2-348F M2000/2-348F High Density 26 v x M24308/2-348F
54 M24308/2-349F M2000/2-349F High Density 44 v x M24308/2-349F
55 M24308/2-350F M2000/2-350F High Density 62 v x M24308/2-350F
56 M24308/2-351F M2000/2-351F High Density 78 v x M24308/2-351F
57 M24308/2-352F M2000/2-352F High Density 104 v x M24308/2-352F
58 M24308/2-358F M2000/2-358F High Density 15 v v M24308/2-347F
59 M24308/2-359F M2000/2-359F High Density 26 v v M24308/2-348F
60 M24308/2-360F M2000/2-360F High Density 44 v v M24308/2-349F
61 M24308/2-361F M2000/2-361F High Density 62 v v M24308/2-350F
62 M24308/2-362F M2000/2-362F High Density 78 v v M24308/2-351F
63 M24308/2-363F M2000/2-363F High Density 104 v v M24308/2-352F
64 M24308/2-487F M2000/2-487F High Density 15 x x M24308/2-347F

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector (Float Mount With Magnetic Shell)

Sr. M.ilitar)./ Manufacturers Type N(?. of Crimp I R Tool Marking On The
No. Designation Designation Pins Contact Connector
65 M24308/2-488F M2000/2-488F High Density 26 x x M24308/2-348F
66 M24308/2-489F M2000/2-489F High Density 44 x x M24308/2-349F
67 M24308/2-490F M2000/2-490F High Density 62 x x M24308/2-350F
68 M24308/2-491F M2000/2-491F High Density 78 x x M24308/2-351F
69 M24308/2-492F M2000/2-492F High Density 104 x x M24308/2-352F
70 M24308/2-509F M2000/2-509F Standard 25 v x M24308/2-509F
4l M24308/2-510F M2000/2-510F Standard 37 v x M24308/2-510F
72 M24308/2-515F M2000/2-515F Standard 15 v x M24308/2-515F
73 M24308/2-23Z M2000/2-23Z Standard 9 v x M24308/2-23Z
74 M24308/2-24Z M2000/2-24Z Standard 15 v x M24308/2-24Z
75 M24308/2-25Z M2000/2-25Z Standard 25 v x M24308/2-25Z
76 M24308/2-26Z M2000/2-26Z Standard 37 v x M24308/2-26Z
7 M24308/2-27Z M2000/2-27Z Standard 50 v x M24308/2-27Z
78 M24308/2-34Z M2000/2-342 Standard 9 v v M24308/2-23Z
79 M24308/2-35Z M2000/2-35Z Standard 15 v v M24308/2-24Z
80 M24308/2-36Z M2000/2-36Z Standard 25 v v M24308/2-252
81 M24308/2-37Z M2000/2-37Z Standard 37 v 4 M24308/2-26Z
82 M24308/2-38Z M2000/2-38Z Standard 50 v v M24308/2-27Z
83 M24308/2-292Z M2000/2-292Z Standard 9 x x M24308/2-23Z
84 M24308/2-2932 M2000/2-293Z Standard 15 x x M24308/2-24Z
85 M24308/2-294Z M2000/2-294Z Standard 25 x x M24308/2-25Z
86 M24308/2-295Z M2000/2-295Z Standard 37 x x M24308/2-26Z
87 M24308/2-296Z M2000/2-296Z Standard 50 x x M24308/2-27Z
88 M24308/2-282 M2000/2-282 High Density 15 4 x M24308/2-28Z
89 M24308/2-292 M2000/2-292 High Density 26 v x M24308/2-292
90 M24308/2-30Z M2000/2-30Z High Density 44 v x M24308/2-30Z
91 M24308/2-31Z M2000/2-31Z High Density 62 v x M24308/2-31Z
92 M24308/2-32Z M2000/2-32Z High Density 78 v x M24308/2-322
93 M24308/2-33Z M2000/2-33Z High Density 104 v x M24308/2-33Z
94 M24308/2-39Z M2000/2-392 High Density 15 4 v M24308/2-28Z
95 M24308/2-40Z M2000/2-40Z High Density 26 4 v M24308/2-292
96 M24308/2-41Z M2000/2-412 High Density 44 4 4 M24308/2-30Z

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector (Float Mount With Magnetic Shell)

Sr.

Military

Manufacturers

No. of

Crimp

Marking On The

No. Designation Designation Type Pins Contact 'R Tool Connector

97 M24308/2-42Z M2000/2-42Z High Density 62 v v M24308/2-31Z
98 M24308/2-43Z M2000/2-43Z High Density 78 v v M24308/2-32Z
99 M24308/2-44Z M2000/2-442 High Density 104 v v M24308/2-33Z
100 M24308/2-297Z M2000/2-297Z High Density 15 x x M24308/2-28Z
101 M24308/2-298Z M2000/2-298Z High Density 26 x x M24308/2-29Z
102 M24308/2-299Z M2000/2-299Z High Density 44 x x M24308/2-30Z
103 M24308/2-300Z M2000/2-300Z High Density 62 x x M24308/2-31Z
104 M24308/2-301Z M2000/2-301Z High Density 78 x x M24308/2-32Z
105 M24308/2-302Z M2000/2-302Z High Density 104 x x M24308/2-33Z
106 M24308/2-335Z M2000/2-335Z Standard 25 v x M24308/2-335Z
107 M24308/2-336Z M2000/2-336Z Standard 37 v x M24308/2-336Z
108 M24308/2-341Z M2000/2-341Z Standard 15 v x M24308/2-3412Z
109 M24308/2-342Z M2000/2-342Z Standard 9 v x M24308/2-3427
110 M24308/2-3432 M2000/2-343Z Standard 15 v x M24308/2-343Z
111 M24308/2-344Z M2000/2-344Z Standard 25 v x M24308/2-3442
112 M24308/2-3452 M2000/2-345Z Standard 37 v x M24308/2-3452
113 M24308/2-346Z M2000/2-346Z Standard 50 v x M24308/2-346Z
114 M24308/2-353Z M2000/2-353Z Standard 9 v v M24308/2-3427
115 M24308/2-354Z M2000/2-354Z Standard 15 v v M24308/2-3432
116 M24308/2-3552 M2000/2-355Z Standard 25 v v M24308/2-344Z
117 M24308/2-356Z M2000/2-356Z Standard 37 v v M24308/2-3452
118 M24308/2-357Z M2000/2-357Z Standard 50 v v M24308/2-346Z
119 M24308/2-482Z M2000/2-482Z Standard 9 x x M24308/2-3427
120 M24308/2-4832 M2000/2-483Z Standard 15 x x M24308/2-3432
121 M24308/2-484Z M2000/2-484Z Standard 25 x x M24308/2-3442
122 M24308/2-485Z M2000/2-485Z Standard 37 x x M24308/2-345Z
123 M24308/2-486Z M2000/2-486Z Standard 50 x x M24308/2-3462
124 M24308/2-347Z M2000/2-347Z High Density 15 v x M24308/2-347Z
125 M24308/2-3482 M2000/2-3482 High Density 26 4 x M24308/2-3482
126 M24308/2-349Z M2000/2-349Z High Density 44 v x M24308/2-349Z
127 M24308/2-350Z M2000/2-350Z High Density 62 v x M24308/2-350Z
128 M24308/2-351Z M2000/2-351Z High Density 78 v x M24308/2-351Z

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector (Float Mount With Magnetic Shell)

Sr.

Military

Manufacturers

No. of

Crimp

Marking On The

No. Designation Designation Type Pins Contact 'R Tool Connector

129 M24308/2-352Z M2000/2-352Z High Density 104 v x M24308/2-352Z
130 M24308/2-358Z M2000/2-358Z High Density 15 v v M24308/2-347Z
131 M24308/2-359Z M2000/2-359Z High Density 26 v v M24308/2-3482
132 M24308/2-360Z M2000/2-360Z High Density 44 v v M24308/2-349Z
133 M24308/2-3612 M2000/2-361Z High Density 62 v v M24308/2-350Z
134 M24308/2-362Z M2000/2-362Z High Density 78 v v M24308/2-351Z
135 M24308/2-3632 M2000/2-363Z High Density 104 v v M24308/2-352Z
136 M24308/2-487Z M2000/2-487Z High Density 15 x x M24308/2-347Z
137 M24308/2-4882 M2000/2-4882 High Density 26 x x M24308/2-3482
138 M24308/2-489Z M2000/2-489Z High Density 44 x x M24308/2-349Z
139 M24308/2-490Z M2000/2-490Z High Density 62 x x M24308/2-350Z
140 M24308/2-491Z M2000/2-491Z High Density 78 x x M24308/2-351Z
141 M24308/2-492Z M2000/2-492Z High Density 104 x x M24308/2-352Z
142 M24308/2-509Z M2000/2-509Z Standard 25 v x M24308/2-509Z
143 M24308/2-510Z M2000/2-510Z Standard 37 v x M24308/2-510Z
144 M24308/2-515Z M2000/2-515Z Standard 15 v x M24308/2-515Z
145 M24308/2-23K M2000/2-23K Standard 9 v x M24308/2-23K
146 M24308/2-24K M2000/2-24K Standard 15 v x M24308/2-24K
147 M24308/2-25K M2000/2-25K Standard 25 v x M24308/2-25K
148 M24308/2-26K M2000/2-26K Standard 37 v x M24308/2-26K
149 M24308/2-27K M2000/2-27K Standard 50 v * M24308/2-27K
150 M24308/2-34K M2000/2-34K Standard 9 v v M24308/2-23K
151 M24308/2-35K M2000/2-35K Standard 15 v v M24308/2-24K
152 M24308/2-36K M2000/2-36K Standard 25 v v M24308/2-25K
153 M24308/2-37K M2000/2-37K Standard 37 v v M24308/2-26K
154 M24308/2-38K M2000/2-38K Standard 50 v v M24308/2-27K
155 M24308/2-292K M2000/2-292K Standard 9 x x M24308/2-23K
156 M24308/2-293K M2000/2-293K Standard 15 x x M24308/2-24K
157 M24308/2-294K M2000/2-294K Standard 25 x x M24308/2-25K
158 M24308/2-295K M2000/2-295K Standard 37 x x M24308/2-26K
159 M24308/2-296K M2000/2-296K Standard 50 x x M24308/2-27K
160 M24308/2-28K M2000/2-28K High Density 15 v x M24308/2-28K

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector (Float Mount With Magnetic Shell)

Sr. M.iIitarY Manu.factu.rers Type Ng. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
161 M24308/2-29K M2000/2-29K High Density 26 v x M24308/2-29K
162 M24308/2-30K M2000/2-30K High Density 44 v x M24308/2-30K
163 M24308/2-31K M2000/2-31K High Density 62 v x M24308/2-31K
164 M24308/2-32K M2000/2-32K High Density 78 v x M24308/2-32K
165 M24308/2-33K M2000/2-33K High Density 104 4 x M24308/2-33K
166 M24308/2-39K M2000/2-39K High Density 15 v v M24308/2-28K
167 M24308/2-40K M2000/2-40K High Density 26 v 4 M24308/2-29K
168 M24308/2-41K M2000/2-41K High Density 44 v v M24308/2-30K
169 M24308/2-42K M2000/2-42K High Density 62 v v M24308/2-31K
170 M24308/2-43K M2000/2-43K High Density 78 v v M24308/2-32K
171 M24308/2-44K M2000/2-44K High Density 104 v v M24308/2-33K
172 M24308/2-297K M2000/2-297K High Density 15 x x M24308/2-28K
173 M24308/2-298K M2000/2-298K High Density 26 x x M24308/2-29K
174 M24308/2-299K M2000/2-299K High Density 44 x x M24308/2-30K
175 M24308/2-300K M2000/2-300K High Density 62 x x M24308/2-31K
176 M24308/2-301K M2000/2-301K High Density 78 x x M24308/2-32K
177 M24308/2-302K M2000/2-302K High Density 104 x x M24308/2-33K
178 M24308/2-335K M2000/2-335K Standard 25 v x M24308/2-335K
179 M24308/2-336K M2000/2-336K Standard 37 v x M24308/2-336K
180 M24308/2-341K M2000/2-341K Standard 15 v x M24308/2-341K
181 M24308/2-342K M2000/2-342K Standard 9 v x M24308/2-342K
182 M24308/2-343K M2000/2-343K Standard 15 v x M24308/2-343K
183 M24308/2-344K M2000/2-344K Standard 25 v x M24308/2-344K
184 M24308/2-345K M2000/2-345K Standard 37 4 x M24308/2-345K
185 M24308/2-346K M2000/2-346K Standard 50 v x M24308/2-346K
186 M24308/2-353K M2000/2-353K Standard 9 4 4 M24308/2-342K
187 M24308/2-354K M2000/2-354K Standard 15 v 4 M24308/2-343K
188 M24308/2-355K M2000/2-355K Standard 25 4 v M24308/2-344K
189 M24308/2-356K M2000/2-356K Standard 37 v 4 M24308/2-345K
190 M24308/2-357K M2000/2-357K Standard 50 4 4 M24308/2-346K
191 M24308/2-482K M2000/2-482K Standard 9 x x M24308/2-342K
192 M24308/2-483K M2000/2-483K Standard 15 x x M24308/2-343K

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector (Float Mount With Magnetic Shell)

Sr.

Military

Manufacturers

No. of

Crimp

Marking On The

No. Designation Designation Type Pins Contact 'R Tool Connector

193 M24308/2-484K M2000/2-484K Standard 25 x x M24308/2-344K
194 M24308/2-485K M2000/2-485K Standard 37 x x M24308/2-345K
195 M24308/2-486K M2000/2-486K Standard 50 x x M24308/2-346K
196 M24308/2-347K M2000/2-347K High Density 15 v x M24308/2-347K
197 M24308/2-348K M2000/2-348K High Density 26 v x M24308/2-348K
198 M24308/2-349K M2000/2-349K High Density 44 v x M24308/2-349K
199 M24308/2-350K M2000/2-350K High Density 62 v x M24308/2-350K
200 M24308/2-351K M2000/2-351K High Density 78 v x M24308/2-351K
201 M24308/2-352K M2000/2-352K High Density 104 v x M24308/2-352K
202 M24308/2-358K M2000/2-358K High Density 15 4 v M24308/2-347K
203 M24308/2-359K M2000/2-359K High Density 26 v v M24308/2-348K
204 M24308/2-360K M2000/2-360K High Density 44 v v M24308/2-349K
205 M24308/2-361K M2000/2-361K High Density 62 v v M24308/2-350K
206 M24308/2-362K M2000/2-362K High Density 78 v v M24308/2-351K
207 M24308/2-363K M2000/2-363K High Density 104 4 v M24308/2-352K
208 M24308/2-487K M2000/2-487K High Density 15 x x M24308/2-347K
209 M24308/2-488K M2000/2-488K High Density 26 x x M24308/2-348K
210 M24308/2-489K M2000/2-489K High Density 44 x x M24308/2-349K
211 M24308/2-490K M2000/2-490K High Density 62 x x M24308/2-350K
212 M24308/2-491K M2000/2-491K High Density 78 x x M24308/2-351K
213 M24308/2-492K M2000/2-492K High Density 104 x x M24308/2-352K
214 M24308/2-509K M2000/2-509K Standard 25 v x M24308/2-509K
215 M24308/2-510K M2000/2-510K Standard 37 v x M24308/2-510K
216 M24308/2-515K M2000/2-515K Standard 15 v x M24308/2-515K
217 M24308/2-538 M2000/2-538 Standard 9 v x M24308/2-538
218 M24308/2-539 M2000/2-539 Standard 15 v x M24308/2-539
219 M24308/2-540 M2000/2-540 Standard 25 v x M24308/2-540
220 M24308/2-541 M2000/2-541 Standard 37 v x M24308/2-541

221 M24308/2-542 M2000/2-542 Standard 50 v x M24308/2-542
222 M24308/2-549 M2000/2-549 Standard 9 v 4 M24308/2-538
223 M24308/2-550 M2000/2-550 Standard 15 v 4 M24308/2-539
224 M24308/2-551 M2000/2-551 Standard 25 4 4 M24308/2-540

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector ( Float Mount Class ‘D’ Connector)

Sr.

Military

Manufacturers

No. of

Crimp

Marking On The

No. Designation Designation Type Pins Contact 'R Tool Connector
225 M24308/2-552 M2000/2-552 Standard 37 v v M24308/2-541
226 M24308/2-553 M2000/2-553 Standard 50 v v M24308/2-542
227 M24308/2-571 M2000/2-571 Standard 9 x x M24308/2-538
228 M24308/2-572 M2000/2-572 Standard 15 x x M24308/2-539
229 M24308/2-573 M2000/2-573 Standard 25 x x M24308/2-540
230 M24308/2-574 M2000/2-574 Standard 37 x x M24308/2-541
231 M24308/2-575 M2000/2-575 Standard 50 x x M24308/2-542
232 M24308/2-543 M2000/2-543 High Density 15 v x M24308/2-543
233 M24308/2-544 M2000/2-544 High Density 26 v x M24308/2-544
234 M24308/2-545 M2000/2-545 High Density 44 v x M24308/2-545
235 M24308/2-546 M2000/2-546 High Density 62 v x M24308/2-546
236 M24308/2-547 M2000/2-547 High Density 78 v x M24308/2-547
237 M24308/2-548 M2000/2-548 High Density 104 v x M24308/2-548
238 M24308/2-554 M2000/2-554 High Density 15 4 v M24308/2-543
239 M24308/2-555 M2000/2-555 High Density 26 v v M24308/2-544
240 M24308/2-556 M2000/2-556 High Density 44 4 v M24308/2-545
241 M24308/2-557 M2000/2-557 High Density 62 v v M24308/2-546
242 M24308/2-558 M2000/2-558 High Density 78 v v M24308/2-547
243 M24308/2-559 M2000/2-559 High Density 104 v v M24308/2-548
244 M24308/2-576 M2000/2-576 High Density 15 x x M24308/2-543
245 M24308/2-577 M2000/2-577 High Density 26 x x M24308/2-544
246 M24308/2-578 M2000/2-578 High Density 44 x x M24308/2-545
247 M24308/2-579 M2000/2-579 High Density 62 x x M24308/2-546
248 M24308/2-580 M2000/2-580 High Density 78 x x M24308/2-547
249 M24308/2-581 M2000/2-581 High Density 104 x x M24308/2-548
250 M24308/2-582 M2000/2-582 Standard 25 v x M24308/2-582
251 M24308/2-583 M2000/2-583 Standard 37 4 x M24308/2-583
252 M24308/2-584 M2000/2-584 Standard 15 v x M24308/2-584
253 M24308/2-585 M2000/2-585 Standard 9 v x M24308/2-585
254 M24308/2-586 M2000/2-586 Standard 15 4 x M24308/2-586
255 M24308/2-587 M2000/2-587 Standard 25 v x M24308/2-587
256 M24308/2-588 M2000/2-588 Standard 37 v x M24308/2-588

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector ( Float Mount Class ‘D’ Connector)

Sr. M.ilitary./ Manu'factu.rers Type Nc?. of Crimp I R Tool Marking On The
No. Designation Designation Pins Contact Connector
257 M24308/2-589 M2000/2-589 Standard 50 v x M24308/2-589
258 M24308/2-596 M2000/2-596 Standard 9 v v M24308/2-585
259 M24308/2-597 M2000/2-597 Standard 15 v v M24308/2-586
260 M24308/2-598 M2000/2-598 Standard 25 v v M24308/2-587
261 M24308/2-599 M2000/2-599 Standard 37 v v M24308/2-588
262 M24308/2-600 M2000/2-600 Standard 50 v v M24308/2-589
263 M24308/2-607 M2000/2-607 Standard 9 x x M24308/2-585
264 M24308/2-608 M2000/2-608 Standard 15 x x M24308/2-586
265 M24308/2-609 M2000/2-609 Standard 25 x x M24308/2-587
266 M24308/2-610 M2000/2-610 Standard 37 x x M24308/2-588
267 M24308/2-611 M2000/2-611 Standard 50 x x M24308/2-589
268 M24308/2-590 M2000/2-590 High Density 15 v x M24308/2-590
269 M24308/2-591 M2000/2-591 High Density 26 v x M24308/2-591
270 M24308/2-592 M2000/2-592 High Density 44 v x M24308/2-592
21 M24308/2-593 M2000/2-593 High Density 62 v x M24308/2-593
272 M24308/2-594 M2000/2-594 High Density 78 v x M24308/2-594
273 M24308/2-595 M2000/2-595 High Density 104 v x M24308/2-595
274 M24308/2-601 M2000/2-601 High Density 15 v v M24308/2-590
275 M24308/2-602 M2000/2-602 High Density 26 v 4 M24308/2-591
276 M24308/2-603 M2000/2-603 High Density 44 v v M24308/2-592
217 M24308/2-604 M2000/2-604 High Density 62 v v M24308/2-593
278 M24308/2-605 M2000/2-605 High Density 78 v v M24308/2-594
279 M24308/2-606 M2000/2-606 High Density 104 v 4 M24308/2-595
280 M24308/2-612 M2000/2-612 High Density 15 x x M24308/2-590
281 M24308/2-613 M2000/2-613 High Density 26 x x M24308/2-591
282 M24308/2-614 M2000/2-614 High Density 44 x x M24308/2-592
283 M24308/2-615 M2000/2-615 High Density 62 x x M24308/2-593
284 M24308/2-616 M2000/2-616 High Density 78 x x M24308/2-594
285 M24308/2-617 M2000/2-617 High Density 104 x x M24308/2-595
286 M24308/2-621 M2000/2-621 Standard 25 v x M24308/2-621
287 M24308/2-622 M2000/2-622 Standard 37 v x M24308/2-622
288 M24308/2-627 M2000/2-627 Standard 15 v x M24308/2-627

v~ Included with connector

¥ — Not included with connector




>

pproved Part List QPL Crimp Socket Connector (Float Mount With Non-Magnetic Shell)

Sr. M.iIitarY Manu.factu.rers Type Ng. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
1 M24308/6-259F M2000/6-259F Standard 9 v x M24308/6-259F
2 M24308/6-260F M2000/6-260F Standard 15 v % M24308/6-260F
3 M24308/6-261F M2000/6-261F Standard 25 v x M24308/6-261F
4 M24308/6-262F M2000/6-262F Standard 37 v x M24308/6-262F
5 M24308/6-263F M2000/6-263F Standard 50 v x M24308/6-263F
6 M24308/6-270F M2000/6-270F Standard 9 v x M24308/6-259F
7 M24308/6-271F M2000/6-271F Standard 15 v x M24308/6-260F
8 M24308/6-272F M2000/6-272F Standard 25 v x M24308/6-261F
9 M24308/6-273F M2000/6-273F Standard 37 v x M24308/6-262F
10 M24308/6-274F M2000/6-274F Standard 50 v x M24308/6-263F
11 M24308/6-264F M2000/6-264F High Density 15 v x M24308/6-264F
12 M24308/6-265F M2000/6-265F High Density 26 v x M24308/6-265F
13 M24308/6-266F M2000/6-266F High Density 44 v x M24308/6-266F
14 M24308/6-267F M2000/6-267F High Density 62 v x M24308/6-267F
15 M24308/6-268F M2000/6-268F High Density 78 v x M24308/6-268F
16 M24308/6-269F M2000/6-269F High Density 104 v x M24308/6-269F
17 M24308/6-275F M2000/6-275F High Density 15 v v M24308/6-264F
18 M24308/6-276F M2000/6-276F High Density 26 v v M24308/6-265F
19 M24308/6-277F M2000/6-277F High Density 44 v v M24308/6-266F
20 M24308/6-278F M2000/6-278F High Density 62 v v M24308/6-267F
21 M24308/6-279F M2000/6-279F High Density 78 v v M24308/6-268F
22 M24308/6-280F M2000/6-280F High Density 104 v v M24308/6-269F
23 M24308/6-453F M2000/6-453F Standard 9 v x M24308/6-453F
24 M24308/6-454F M2000/6-454F Standard 15 v x M24308/6-454F
25 M24308/6-455F M2000/6-455F Standard 25 v x M24308/6-455F
26 M24308/6-456F M2000/6-456F Standard 37 v x M24308/6-456F
27 M24308/6-457F M2000/6-457F Standard 50 v x M24308/6-457F
28 M24308/6-464F M2000/6-464F Standard 9 v 4 M24308/6-453F
29 M24308/6-465F M2000/6-465F Standard 15 v v M24308/6-454F
30 M24308/6-466F M2000/6-466F Standard 25 v 4 M24308/6-455F
31 M24308/6-467F M2000/6-467F Standard 37 v 4 M24308/6-456F
32 M24308/6-468F M2000/6-468F Standard 50 v 4 M24308/6-457F
33 M24308/6-491F M2000/6-491F Standard 9 x x M24308/6-453F

v~ Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Socket Connector (Float Mount With Non-Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Ng. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
34 M24308/6-492F M2000/6-492F Standard 15 x x M24308/6-454F
35 M24308/6-493F M2000/6-493F Standard 25 x x M24308/6-455F
36 M24308/6-494F M2000/6-494F Standard 37 x x M24308/6-456F
37 M24308/6-495F M2000/6-495F Standard 50 x x M24308/6-457F
38 M24308/6-458F M2000/6-458F High Density 15 v x M24308/6-458F
39 M24308/6-459F M2000/6-459F High Density 26 v x M24308/6-459F
40 M24308/6-460F M2000/6-460F High Density 44 v x M24308/6-460F
41 M24308/6-461F M2000/6-461F High Density 62 v x M24308/6-461F
42 M24308/6-462F M2000/6-462F High Density 78 4 x M24308/6-462F
43 M24308/6-463F M2000/6-463F High Density 104 v x M24308/6-463F
44 M24308/6-469F M2000/6-469F High Density 15 4 v M24308/6-458F
45 M24308/6-470F M2000/6-470F High Density 26 v v M24308/6-459F
46 M24308/6-471F M2000/6-471F High Density 44 v v M24308/6-460F
47 M24308/6-472F M2000/6-472F High Density 62 v v M24308/6-461F
48 M24308/6-473F M2000/6-473F High Density 78 v v M24308/6-462F
49 M24308/6-474F M2000/6-474F High Density 104 v v M24308/6-463F
50 M24308/6-496F M2000/6-496F High Density 15 x x M24308/6-458F
51 M24308/6-497F M2000/6-497F High Density 26 x x M24308/6-459F
52 M24308/6-498F M2000/6-498F High Density 44 x x M24308/6-460F
53 M24308/6-499F M2000/6-499F High Density 62 x x M24308/6-461F
54 M24308/6-500F M2000/6-500F High Density 78 x x M24308/6-462F
55 M24308/6-501F M2000/6-501F High Density 104 x x M24308/6-463F
56 M24308/6-259Z M2000/6-259Z Standard 9 v x M24308/6-259Z
57 M24308/6-260Z M2000/6-260Z Standard 15 v x M24308/6-260Z
58 M24308/6-261Z M2000/6-261Z Standard 25 v x M24308/6-261Z
59 M24308/6-262Z M2000/6-262Z Standard 37 v x M24308/6-262Z
60 M24308/6-263Z M2000/6-263Z Standard 50 v x M24308/6-263Z
61 M24308/6-270Z M2000/6-270Z Standard 9 4 x M24308/6-259Z
62 M24308/6-271Z M2000/6-271Z Standard 15 4 x M24308/6-260Z
63 M24308/6-272Z M2000/6-272Z Standard 25 v x M24308/6-2612
64 M24308/6-273Z M2000/6-273Z Standard 37 v x M24308/6-262Z
65 M24308/6-2742 M2000/6-274Z Standard 50 v x M24308/6-263Z
66 M24308/6-264Z M2000/6-264Z High Density 15 v x M24308/6-264Z

v~ Included with connector

¥ — Not included with connector

@




A

pproved Part List QPL Crimp Socket Connector (Float Mount With Non-Magnetic Shell)

Sr. M_ilitaryll Manu.factu.rers Type Nq. of Crimp IR Tool Marking On The
No. Designation Designation Pins Contact Connector
67 M24308/6-2652 M2000/6-265Z High Density 26 v x M24308/6-265Z
68 M24308/6-266Z M2000/6-266Z High Density 44 v x M24308/6-266Z
69 M24308/6-2672 M2000/6-267Z High Density 62 v x M24308/6-267Z
70 M24308/6-268Z M2000/6-268Z High Density 78 v x M24308/6-268Z
71 M24308/6-269Z M2000/6-269Z High Density 104 v x M24308/6-269Z
72 M24308/6-275Z M2000/6-275Z High Density 15 v v M24308/6-264Z
73 M24308/6-276Z M2000/6-276Z High Density 26 4 v M24308/6-265Z
74 M24308/6-2772 M2000/6-277Z High Density 44 v v M24308/6-266Z
75 M24308/6-278Z M2000/6-278Z High Density 62 v v M24308/6-267Z
76 M24308/6-279Z M2000/6-279Z High Density 78 v v M24308/6-268Z
7 M24308/6-280Z M2000/6-280Z High Density 104 v v M24308/6-269Z
78 M24308/6-453Z M2000/6-453Z Standard 9 v x M24308/6-453Z
79 M24308/6-454Z M2000/6-454Z Standard 15 v x M24308/6-454Z
80 M24308/6-455Z M2000/6-455Z Standard 25 v x M24308/6-455Z
81 M24308/6-456Z M2000/6-456Z Standard 37 v x M24308/6-456Z
82 M24308/6-457Z M2000/6-457Z Standard 50 v x M24308/6-457Z
83 M24308/6-464Z M2000/6-464Z Standard 9 v v M24308/6-453Z
84 M24308/6-465Z M2000/6-465Z Standard 15 v v M24308/6-454Z
85 M24308/6-466Z M2000/6-466Z Standard 25 v v M24308/6-455Z
86 M24308/6-4672 M2000/6-467Z Standard 37 v 4 M24308/6-456Z
87 M24308/6-468Z M2000/6-468Z Standard 50 v v M24308/6-457Z
88 M24308/6-491Z M2000/6-491Z Standard 9 x x M24308/6-453Z
89 M24308/6-4927Z M2000/6-492Z Standard 15 x x M24308/6-454Z
90 M24308/6-493Z M2000/6-493Z Standard 25 x x M24308/6-455Z
91 M24308/6-494Z M2000/6-494Z Standard 37 x x M24308/6-456Z
92 M24308/6-4952 M2000/6-495Z Standard 50 x x M24308/6-457Z
93 M24308/6-458Z M2000/6-458Z High Density 15 v x M24308/6-458Z
9% M24308/6-459Z M2000/6-459Z High Density 26 v x M24308/6-459Z
95 M24308/6-460Z M2000/6-460Z High Density 44 v x M24308/6-460Z
96 M24308/6-4612 M2000/6-461Z High Density 62 v x M24308/6-461Z
97 M24308/6-462Z M2000/6-462Z High Density 78 v x M24308/6-462Z
98 M24308/6-463Z M2000/6-463Z High Density 104 v x M24308/6-463Z
99 M24308/6-469Z M2000/6-469Z High Density 15 v 4 M24308/6-458Z

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector (Float Mount With Non-Magnetic Shell)

Sr. M.ilitar)./ Manu.factu.rers Type Nc?. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
100 M24308/6-470Z M2000/6-470Z High Density 26 v v M24308/6-459Z
101 M24308/6-471Z M2000/6-471Z High Density 44 v v M24308/6-460Z
102 M24308/6-472Z M2000/6-472Z High Density 62 v v M24308/6-461Z
103 M24308/6-473Z M2000/6-473Z High Density 78 v 4 M24308/6-462Z
104 M24308/6-474Z M2000/6-474Z High Density 104 v 4 M24308/6-463Z
105 M24308/6-496Z M2000/6-496Z High Density 15 x x M24308/6-458Z
106 M24308/6-497Z M2000/6-497Z High Density 26 x x M24308/6-459Z
107 M24308/6-498Z M2000/6-498Z High Density 44 x x M24308/6-460Z
108 M24308/6-499Z M2000/6-499Z High Density 62 x x M24308/6-461Z
109 M24308/6-500Z M2000/6-500Z High Density 78 x x M24308/6-462Z
110 M24308/6-5012 M2000/6-501Z High Density 104 x x M24308/6-463Z
111 M24308/6-518 M2000/2-518 Standard 9 v x M24308/6-518
112 M24308/6-519 M2000/6-519 Standard 15 v x M24308/6-519
113 M24308/6-520 M2000/6-520 Standard 25 v x M24308/6-520
114 M24308/6-521 M2000/6-521 Standard 37 v x M24308/6-521
115 M24308/6-522 M2000/6-522 Standard 50 v x M24308/6-522
116 M24308/6-529 M2000/6-529 Standard 9 v x M24308/6-518
17 M24308/6-530 M2000/6-530 Standard 15 v x M24308/6-519
118 M24308/6-531 M2000/6-531 Standard 25 v x M24308/6-520
119 M24308/6-532 M2000/6-532 Standard 37 v x M24308/6-521
120 M24308/6-533 M2000/6-533 Standard 50 v x M24308/6-522
121 M24308/6-523 M2000/6-523 High Density 15 v x M24308/6-523
122 M24308/6-524 M2000/6-524 High Density 26 v x M24308/6-524
123 M24308/6-525 M2000/6-525 High Density 44 v x M24308/6-525
124 M24308/6-526 M2000/6-526 High Density 62 v x M24308/6-526
125 M24308/6-527 M2000/6-527 High Density 78 v x M24308/6-527
126 M24308/6-528 M2000/6-528 High Density 104 v x M24308/6-528
127 M24308/6-534 M2000/6-534 High Density 15 v v M24308/6-523
128 M24308/6-535 M2000/6-535 High Density 26 v v M24308/6-524
129 M24308/6-536 M2000/6-536 High Density 44 v v M24308/6-525
130 M24308/6-537 M2000/6-537 High Density 62 v v M24308/6-526
131 M24308/6-538 M2000/6-538 High Density 78 v v M24308/6-527
132 M24308/6-539 M2000/6-539 High Density 104 v v M24308/6-528

v~ Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Socket Connector (Float Mount Class ‘M" Connector )

Sr. M_ilitary Manulfactu.rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
133 M24308/6-551 M2000/6-551 Standard 9 v x M24308/6-551
134 M24308/6-552 M2000/6-552 Standard 15 v x M24308/6-552
135 M24308/6-553 M2000/6-553 Standard 25 v x M24308/6-553
136 M24308/6-554 M2000/6-554 Standard 37 v x M24308/6-554
137 M24308/6-555 M2000/6-555 Standard 50 v x M24308/6-555
138 M24308/6-562 M2000/6-562 Standard 9 v v M24308/6-551
139 M24308/6-563 M2000/6-563 Standard 15 4 v M24308/6-552
140 M24308/6-564 M2000/6-564 Standard 25 v v M24308/6-553
141 M24308/6-565 M2000/6-565 Standard 37 v v M24308/6-554
142 M24308/6-566 M2000/6-566 Standard 50 v v M24308/6-555
143 M24308/6-573 M2000/6-573 Standard 9 x x M24308/6-551
144 M24308/6-574 M2000/6-574 Standard 15 x x M24308/6-552
145 M24308/6-575 M2000/6-575 Standard 25 x x M24308/6-553
146 M24308/6-576 M2000/6-576 Standard 37 x x M24308/6-554
147 M24308/6-577 M2000/6-577 Standard 50 x x M24308/6-555
148 M24308/6-556 M2000/6-556 High Density 15 v x M24308/6-556
149 M24308/6-557 M2000/6-557 High Density 26 v x M24308/6-557
150 M24308/6-558 M2000/6-558 High Density 44 v x M24308/6-558
151 M24308/6-559 M2000/6-559 High Density 62 v x M24308/6-559
152 M24308/6-560 M2000/6-560 High Density 78 v x M24308/6-560
153 M24308/6-561 M2000/6-561 High Density 104 v x M24308/6-561
154 M24308/6-567 M2000/6-567 High Density 15 4 4 M24308/6-556
155 M24308/6-568 M2000/6-568 High Density 26 v v M24308/6-557
156 M24308/6-569 M2000/6-569 High Density 44 4 v M24308/6-558
157 M24308/6-570 M2000/6-570 High Density 62 v v M24308/6-559
158 M24308/6-571 M2000/6-571 High Density 78 v v M24308/6-560
159 M24308/6-572 M2000/6-572 High Density 104 4 4 M24308/6-561
160 M24308/6-578 M2000/6-578 High Density 15 x x M24308/6-556
161 M24308/6-579 M2000/6-579 High Density 26 x x M24308/6-557
162 M24308/6-580 M2000/6-580 High Density 44 x x M24308/6-558
163 M24308/6-581 M2000/6-581 High Density 62 x x M24308/6-559
164 M24308/6-582 M2000/6-582 High Density 78 x x M24308/6-560
165 M24308/6-583 M2000/6-583 High Density 104 x x M24308/6-561

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Socket Connector ( Foat Mount Class ‘M" Connector )

Sr.

Military

Manufacturers

No. of

Crimp

Marking On The

No. Designation Designation Type Pins Contact 'R Tool Connector
166 M24308/6-562 M2000/6-562 Standard 9 v v M24308/6-551
167 M24308/6-563 M2000/6-563 Standard 15 v v M24308/6-552
168 M24308/6-564 M2000/6-564 Standard 25 v v M24308/6-553
169 M24308/6-565 M2000/6-565 Standard 37 v v M24308/6-554
170 M24308/6-566 M2000/6-566 Standard 50 v v M24308/6-555
171 M24308/6-573 M2000/6-573 Standard 9 x x M24308/6-551
172 M24308/6-574 M2000/6-574 Standard 15 x x M24308/6-552
173 M24308/6-575 M2000/6-575 Standard 25 x x M24308/6-553
174 M24308/6-576 M2000/6-576 Standard 37 x x M24308/6-554
175 M24308/6-577 M2000/6-577 Standard 50 x x M24308/6-555
176 M24308/6-556 M2000/6-556 High Density 15 v x M24308/6-556
177 M24308/6-557 M2000/6-557 High Density 26 v x M24308/6-557
178 M24308/6-558 M2000/6-558 High Density 44 v x M24308/6-558
179 M24308/6-559 M2000/6-559 High Density 62 v x M24308/6-559
180 M24308/6-560 M2000/6-560 High Density 78 v x M24308/6-560
181 M24308/6-561 M2000/6-561 High Density 104 v x M24308/6-561
182 M24308/6-567 M2000/6-567 High Density 15 v v M24308/6-556
183 M24308/6-568 M2000/6-568 High Density 26 v v M24308/6-557
184 M24308/6-569 M2000/6-569 High Density 44 v v M24308/6-558
185 M24308/6-570 M2000/6-570 High Density 62 v v M24308/6-559
186 M24308/6-571 M2000/6-571 High Density 78 v v M24308/6-560
187 M24308/6-572 M2000/6-572 High Density 104 v v M24308/6-561
188 M24308/6-578 M2000/6-578 High Density 15 x x M24308/6-556
189 M24308/6-579 M2000/6-579 High Density 26 x x M24308/6-557
190 M24308/6-580 M2000/6-580 High Density 44 x x M24308/6-558
191 M24308/6-581 M2000/6-581 High Density 62 x x M24308/6-559
192 M24308/6-582 M2000/6-582 High Density 78 x x M24308/6-560
193 M24308/6-583 M2000/6-583 High Density 104 x x M24308/6-561

v~ Included with connector

¥ — Not included with connector




tandard Density Crimp Type (Plug)

D-SUB PLUG CONNECTOR ASSEMBLY WITH CRIMP PIN CONTACT (09 TO 50 PIN)

-
o
PIN 1 NOTE 1
/L |
- i N 5
Swiwe
-1- - _? - - - - 0O w < -— - ]>— —-7 D
]
T T D— Z
N {— - 3.05:0.13 -
C (2 HOLES) L
A G 9.53 MAX.
oy
K 3.30 REF.

2 3.05+0.13
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| 4
MARKED CONN. ON T°T

FRONT SHELL CENTRALLY. ('f
Lid4
FLOAT MOUNTING TYPE
STD-THROUGH HOLE.
DIMENSION TABLE :
STANDARD
SSHIEEL DENSITY iA’ EB’ ICY ID’ ‘E’ IF’ KG’ SH’ SJ’ EK’ SL’
NO. OF PINS
1 N 3043 | 1679 | 2487 | 823 | 1217 | 1046 | 582 | 19.02 | 1046 | 089 | 051
3119 | 17.04 | 2512 | 848 | 1293 | 1097 | 612 | 1953 | 1097 | 152 | 102
, - 3876 | 2512 | 3320 | 823 | 1217 | 1046 | 582 | 27.25 | 1046 | 089 | 051
3052 | 2537 | 3345 | 848 | 1293 | 1097 | 612 | 2776 | 1097 | 152 | 102
) N 5265 | 3884 | 4691 | 823 | 1217 | 1057 | 569 | 41.02 | 1046 | 127 | 074
5342 | 39.00 | 4717 | 848 | 1293 | 1107 | 599 | 4153 | 1097 | 178 | 124
68.94 | 5530 | 6337 | 823 | 1217 | 1057 | 569 | 5745 | 1046 | 127 | 074
4 3 6970 | 5555 | 6363 | 848 | 1293 | 1107 | 59 | 5796 | 1097 | 178 | 124
66.55 | 5268 | 60.99 | 11.07 | 1499 | 1057 | 569 | 5507 | 1331 | 127 | 074
5 50 6731 | 5293 | 6124 | 1133 | 1575 | 1107 | 599 | 5558 | 1382 | 178 | 124
NOTES :
1. DIMENSION ARE 3.94MM MIN. (FOR SIZE 3,4,5) AND 4.17MM MIN. (FOR SIZE 1,2)
2. CONTACT SHOWS ONLY FOR REFERENCE,
+0.13
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igh Density Crimp Type (Plug)

HDD-SUB SOCKET CONNECTOR ASSEMBLY WITH CRIMP PIN CONTACT (15 TO 104 PIN)

-
‘B’ NOTE 1
PIN 1
- 5 b --—---}—-—--- :
. Z
3.05£0.13
(2 HOLES) L
‘G 9.53 MAX.
el K 3.30 REF.
o
+|
rl:!:l1 e - M—
1 [s2]
| N -
/| % 1
MARKED CONN. ON 1 _1 U
FRONT SHELL CENTRALLY.
s |
L4 FLOAT MOUNTING TYPE
STD-THROUGH HOLE.
DIMENSION TABLE :
HIGH
SEL pewmy | w [ w | o | o | e | e | e | w | v | | v
NO. OF PINS
1 " 3043 | 1679 | 2487 | 823 | 1247 | 1046 | 582 | 19.02 | 1046 | 089 | 051
3119 | 17.04 | 2512 | 848 | 1293 | 1097 | 612 | 1953 | 1097 | 152 | 1.02
, " 3876 | 2512 | 3320 | 823 | 1247 | 1046 | 582 | 2725 | 1046 | 089 | 051
3052 | 2537 | 3345 | 848 | 1293 | 1097 | 612 | 2776 | 1097 | 152 | 1.02
; “ 5265 | 3884 | 4691 | 823 | 1247 | 1057 | 599 | 41.02 | 1046 | 127 | 074
5342 | 3000 | 4717 | 848 | 1293 | 1107 | 569 | 4153 | 1097 | 178 | 124
68.94 | 5530 | 6337 | 823 | 1217 | 1057 | 569 | 5745 | 1046 | 127 | 074
4 62 69.70 | 5555 | 6363 | 848 | 1293 | 1107 | 599 | 57.96 | 1097 | 178 | 1.24
6655 | 5268 | 6099 | 11.07 | 14.99 | 1057 | 569 | 5507 | 1331 | 127 | 074
5 L 67.31 | 5293 | 6124 | 1133 | 1575 | 1107 | 599 | 5558 | 1382 | 178 | 1.4
68.94 | 56.06 | 6337 | 12.65 | 16.59 | 1057 | 569 | 5822 | 14.88 | 127 | 074
6 104 69.70 | 56.31 | 6363 | 12.90 | 17.35 | 1107 | 599 | 5872 | 1539 | 178 | 1.24
NOTES :

1. DIMENSION ARE 3.94MM MINIMUM (FOR SIZE 3,4,5) AND 4.17MM MINIMUM (FOR SIZE 1,2)
2. CONTACT SHOWS ONLY FOR REFERENCE
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1>

pproved Part List QPL Crimp Plug Connector (With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Ng. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
1 M24308/4-1F M2000/4-1F Standard 9 v x M24308/4-1F
2 M24308/4-2F M2000/4-2F Standard 15 v x M24308/4-2F
3 M24308/4-3F M2000/4-3F Standard 25 v x M24308/4-3F
4 M24308/4-4F M2000/4-4F Standard 37 v x M24308/4-4F
5 M24308/4-5F M2000/4-5F Standard 50 v x M24308/4-5F
6 M24308/4-6F M2000/4-6F Standard 9 v v M24308/4-1F
7 M24308/4-7F M2000/4-7F Standard 15 v 4 M24308/4-2F
8 M24308/4-8F M2000/4-8F Standard 25 v v M24308/4-3F
9 M24308/4-9F M2000/4-9F Standard 37 v v M24308/4-4F
10 M24308/4-10F M2000/4-10F Standard 50 v 4 M24308/4-5F
11 M24308/4-259F M2000/4-259F Standard 9 x x M24308/4-1F
12 M24308/4-260F M2000/4-260F Standard 15 x x M24308/4-2F
13 M24308/4-261F M2000/4-261F Standard 25 x x M24308/4-3F
14 M24308/4-262F M2000/4-262F Standard 37 x x M24308/4-4F
15 M24308/4-263F M2000/4-263F Standard 50 x x M24308/4-5F
16 M24308/4-11F M2000/4-11F High Density 15 v x M24308/4-11F
17 M24308/4-12F M2000/4-12F High Density 26 v x M24308/4-12F
18 M24308/4-13F M2000/4-13F High Density 44 v x M24308/4-13F
19 M24308/4-14F M2000/4-14F High Density 62 v x M24308/4-14F
20 M24308/4-15F M2000/4-15F High Density 78 v x M24308/4-15F
21 M24308/4-16F M2000/4-16F High Density 104 v x M24308/4-16F
22 M24308/4-17F M2000/4-17F High Density 15 v v M24308/4-11F
23 M24308/4-18F M2000/4-18F High Density 26 v v M24308/4-12F
24 M24308/4-19F M2000/4-19F High Density 44 v v M24308/4-13F
25 M24308/4-20F M2000/4-20F High Density 62 v v M24308/4-14F
26 M24308/4-21F M2000/4-21F High Density 78 v v M24308/4-15F
27 M24308/4-22F M2000/4-22F High Density 104 v v M24308/4-16F
28 M24308/4-264F M2000/4-264F High Density 15 x x M24308/4-11F
29 M24308/4-265F M2000/4-265F High Density 26 x x M24308/4-12F
30 M24308/4-266F M2000/4-266F High Density 44 x x M24308/4-13F
31 M24308/4-267F M2000/4-267F High Density 62 x x M24308/4-14F
32 M24308/4-268F M2000/4-268F High Density 78 x x M24308/4-15F
33 M24308/4-269F M2000/4-269F High Density 104 x x M24308/4-16F

v~ Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Plug Connector (With Magnetic Shell)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp IR Tool Marking On The
No. Designation Designation Pins Contact Connector
34 M24308/4-12 M2000/4-1Z Standard 9 v x M24308/4-12
35 M24308/4-22 M2000/4-2Z Standard 15 v x M24308/4-22
36 M24308/4-32 M2000/4-3Z Standard 25 v x M24308/4-32
37 M24308/4-42 M2000/4-4Z Standard 37 v x M24308/4-42
38 M24308/4-52 M2000/4-5Z Standard 50 4 x M24308/4-52
39 M24308/4-62 M2000/4-6Z Standard 9 4 v M24308/4-1Z
40 M24308/4-72 M2000/4-7Z Standard 15 v v M24308/4-22
41 M24308/4-82 M2000/4-82 Standard 25 v v M24308/4-32
42 M24308/4-92 M2000/4-92 Standard 37 v v M24308/4-42
43 M24308/4-10Z M2000/4-10Z Standard 50 v v M24308/4-52
44 M24308/4-259Z M2000/4-259Z Standard 9 x x M24308/4-12
45 M24308/4-260Z M2000/4-260Z Standard 15 x x M24308/4-22
46 M24308/4-261Z M2000/4-261Z Standard 25 x x M24308/4-32
47 M24308/4-262Z M2000/4-262Z Standard 37 x x M24308/4-42
48 M24308/4-263Z M2000/4-263Z Standard 50 x x M24308/4-52
49 M24308/4-11Z M2000/4-11Z High Density 15 v x M24308/4-11Z
50 M24308/4-12Z M2000/4-12Z High Density 26 v x M24308/4-12Z
51 M24308/4-132 M2000/4-132 High Density 44 v x M24308/4-13Z
52 M24308/4-14Z M2000/4-14Z High Density 62 v x M24308/4-14Z
53 M24308/4-152 M2000/4-152 High Density 78 v x M24308/4-152
54 M24308/4-16Z M2000/4-16Z High Density 104 v x M24308/4-16Z
55 M24308/4-172 M2000/4-172 High Density 15 v v M24308/4-11Z
56 M24308/4-18Z M2000/4-18Z High Density 26 v v M24308/4-12Z
57 M24308/4-192 M2000/4-192 High Density 44 v v M24308/4-13Z
58 M24308/4-20Z M2000/4-20Z High Density 62 v v M24308/4-14Z
59 M24308/4-212 M2000/4-212 High Density 78 v v M24308/4-152
60 M24308/4-22Z M2000/4-22Z High Density 104 v v M24308/4-16Z
61 M24308/4-264Z M2000/4-264Z High Density 15 x x M24308/4-11Z
62 M24308/4-265Z M2000/4-265Z High Density 26 x x M24308/4-12Z
63 M24308/4-266Z M2000/4-266Z High Density 44 x x M24308/4-13Z
64 M24308/4-267Z M2000/4-267Z High Density 62 x x M24308/4-14Z
65 M24308/4-268Z M2000/4-268Z High Density 78 x x M24308/4-152
66 M24308/4-269Z M2000/4-269Z High Density 104 x x M24308/4-16Z

v~ Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Plug Connector (With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type NO,' of Crimp I R Tool Marking On The
No. Designation Designation Pins Contact Connector
67 M24308/4-1K M2000/4-1K Standard 9 v x M24308/4-1K
68 M24308/4-2K M2000/4-2K Standard 15 v x M24308/4-2K
69 M24308/4-3K M2000/4-3K Standard 25 v x M24308/4-3K
70 M24308/4-4K M2000/4-4K Standard 37 v x M24308/4-4K
14l M24308/4-5K M2000/4-5K Standard 50 v x M24308/4-5K
72 M24308/4-6K M2000/4-6K Standard 9 v v M24308/4-1K
73 M24308/4-7K M2000/4-7K Standard 15 4 v M24308/4-2K
74 M24308/4-8K M2000/4-8K Standard 25 v v M24308/4-3K
75 M24308/4-9K M2000/4-9K Standard 37 v v M24308/4-4K
76 M24308/4-10K M2000/4-10K Standard 50 v v M24308/4-5K
77 M24308/4-259K M2000/4-259K Standard 9 x x M24308/4-1K
78 M24308/4-260K M2000/4-260K Standard 15 x x M24308/4-2K
79 M24308/4-261K M2000/4-261K Standard 25 x x M24308/4-3K
80 M24308/4-262K M2000/4-262K Standard 37 x x M24308/4-4K
81 M24308/4-263K M2000/4-263K Standard 50 x x M24308/4-5K
82 M24308/4-11K M2000/4-11K High Density 15 v x M24308/4-11K
83 M24308/4-12K M2000/4-12K High Density 26 v x M24308/4-12K
84 M24308/4-13K M2000/4-13K High Density 44 v x M24308/4-13K
85 M24308/4-14K M2000/4-14K High Density 62 v x M24308/4-14K
86 M24308/4-15K M2000/4-15K High Density 78 v x M24308/4-15K
87 M24308/4-16K M2000/4-16K High Density 104 v x M24308/4-16K
88 M24308/4-17K M2000/4-17K High Density 15 v v M24308/4-11K
89 M24308/4-18K M2000/4-18K High Density 26 v v M24308/4-12K
90 M24308/4-19K M2000/4-19K High Density 44 v v M24308/4-13K
91 M24308/4-20K M2000/4-20K High Density 62 v 4 M24308/4-14K
92 M24308/4-21K M2000/4-21K High Density 78 v v M24308/4-15K
93 M24308/4-22K M2000/4-22K High Density 104 v 4 M24308/4-16K
94 M24308/4-264K M2000/4-264K High Density 15 x x M24308/4-11K
95 M24308/4-265K M2000/4-265K High Density 26 x x M24308/4-12K
96 M24308/4-266K M2000/4-266K High Density 44 x x M24308/4-13K
97 M24308/4-267K M2000/4-267K High Density 62 x x M24308/4-14K
98 M24308/4-268K M2000/4-268K High Density 78 x x M24308/4-15K
99 M24308/4-269K M2000/4-269K High Density 104 x x M24308/4-16K

v~ Included with connector

¥ — Not included with connector

38




pproved Part List QPL Crimp Plug Connector (Class ‘D" Conector)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp IR Tool Marking On The
No. Designation Designation Pins Contact Connector
100 M24308/4-335 M2000/4-335 Standard 9 v x M24308/4-335
101 M24308/4-336 M2000/4-336 Standard 15 v x M24308/4-336
102 M24308/4-337 M2000/4-337 Standard 25 v x M24308/4-337
103 M24308/4-338 M2000/4-338 Standard 37 4 x M24308/4-338
104 M24308/4-339 M2000/4-339 Standard 50 v x M24308/4-339
105 M24308/4-340 M2000/4-340 Standard 9 v v M24308/4-335
106 M24308/4-341 M2000/4-341 Standard 15 v 4 M24308/4-336
107 M24308/4-342 M2000/4-342 Standard 25 v v M24308/4-337
108 M24308/4-343 M2000/4-343 Standard 37 v v M24308/4-338
109 M24308/4-344 M2000/4-344 Standard 50 v v M24308/4-339
110 M24308/4-357 M2000/4-357 Standard 9 x x M24308/4-335
111 M24308/4-358 M2000/4-358 Standard 15 x x M24308/4-336
112 M24308/4-359 M2000/4-359 Standard 25 x x M24308/4-337
113 M24308/4-360 M2000/4-360 Standard 37 x x M24308/4-338
14 M24308/4-361 M2000/4-361 Standard 50 x x M24308/4-339
115 M24308/4-345 M2000/4-345 High Density 15 v x M24308/4-345
116 M24308/4-346 M2000/4-346 High Density 26 v x M24308/4-346
17 M24308/4-347 M2000/4-347 High Density 44 v x M24308/4-347
118 M24308/4-348 M2000/4-348 High Density 62 v x M24308/4-348
19 M24308/4-349 M2000/4-349 High Density 78 v x M24308/4-349
120 M24308/4-350 M2000/4-350 High Density 104 v x M24308/4-350
121 M24308/4-351 M2000/4-351 High Density 15 v v M24308/4-345
122 M24308/4-352 M2000/4-352 High Density 26 v v M24308/4-346
123 M24308/4-353 M2000/4-353 High Density 44 v v M24308/4-347
124 M24308/4-354 M2000/4-354 High Density 62 v v M24308/4-348
125 M24308/4-355 M2000/4-355 High Density 78 v v M24308/4-349
126 M24308/4-356 M2000/4-356 High Density 104 v v M24308/4-350
127 M24308/4-362 M2000/4-362 High Density 15 x x M24308/4-345
128 M24308/4-363 M2000/4-363 High Density 26 x x M24308/4-346
129 M24308/4-364 M2000/4-364 High Density 44 x x M24308/4-347
130 M24308/4-365 M2000/4-365 High Density 62 x x M24308/4-348
131 M24308/4-366 M2000/4-366 High Density 78 x x M24308/4-349
132 M24308/4-367 M2000/4-367 High Density 104 x x M24308/4-350

v~ Included with connector

¥ — Not included with connector

©




1>

pproved Part List QPL Crimp Plug Connector (With Non-Magnetic Shell)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
1 M24308/8-1F M2000/8-1F Standard 9 v x M24308/8-1F
2 M24308/8-2F M2000/8-2F Standard 15 v x M24308/8-2F
3 M24308/8-3F M2000/8-3F Standard 25 v x M24308/8-3F
4 M24308/8-4F M2000/8-4F Standard 37 v x M24308/8-4F
5 M24308/8-5F M2000/8-5F Standard 50 v x M24308/8-5F
6 M24308/8-6F M2000/8-6F Standard 9 v v M24308/8-1F
7 M24308/8-7F M2000/8-7F Standard 15 v v M24308/8-2F
8 M24308/8-8F M2000/8-8F Standard 25 v v M24308/8-3F
9 M24308/8-9F M2000/8-9F Standard 37 v v M24308/8-4F
10 M24308/8-10F M2000/8-10F Standard 50 v v M24308/8-5F
11 M24308/8-259F M2000/8-259F Standard 9 x x M24308/8-1F
12 M24308/8-260F M2000/8-260F Standard 15 x x M24308/8-2F
13 M24308/8-261F M2000/8-261F Standard 25 x x M24308/8-3F
14 M24308/8-262F M2000/8-262F Standard 37 x x M24308/8-4F
15 M24308/8-263F M2000/8-263F Standard 50 x x M24308/8-5F
16 M24308/8-11F M2000/8-11F High Density 15 v x M24308/8-11F
17 M24308/8-12F M2000/8-12F High Density 26 v x M24308/8-12F
18 M24308/8-13F M2000/8-13F High Density 44 v x M24308/8-13F
19 M24308/8-14F M2000/8-14F High Density 62 v x M24308/8-14F
20 M24308/8-15F M2000/8-15F High Density 78 v x M24308/8-15F
21 M24308/8-16F M2000/8-16F High Density 104 v x M24308/8-16F
22 M24308/8-17F M2000/8-17F High Density 15 4 v M24308/8-11F
23 M24308/8-18F M2000/8-18F High Density 26 v 4 M24308/8-12F
24 M24308/8-19F M2000/8-19F High Density 44 v 4 M24308/8-13F
25 M24308/8-20F M2000/8-20F High Density 62 v 4 M24308/8-14F
26 M24308/8-21F M2000/8-21F High Density 78 v 4 M24308/8-15F
27 M24308/8-22F M2000/8-22F High Density 104 v v M24308/8-16F
28 M24308/8-264F M2000/8-264F High Density 15 x x M24308/8-11F
29 M24308/8-265F M2000/8-265F High Density 26 x x M24308/8-12F
30 M24308/8-266F M2000/8-266F High Density 44 x x M24308/8-13F
31 M24308/8-267F M2000/8-267F High Density 62 x x M24308/8-14F
32 M24308/8-268F M2000/8-268F High Density 78 x x M24308/8-15F
33 M24308/8-269F M2000/8-269F High Density 104 x x M24308/8-16F

v~ Included with connector

¥ — Not included with connector

40




A

pproved Part List QPL Crimp Plug Connector (With Non-Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Ng. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
34 M24308/8-1Z M2000/8-1Z Standard 9 v x M24308/8-12
35 M24308/8-2Z M2000/8-2Z Standard 15 v x M24308/8-2Z
36 M24308/8-3Z M2000/8-3Z Standard 25 v x M24308/8-3Z
37 M24308/8-4Z M2000/8-4Z Standard 37 v x M24308/8-42
38 M24308/8-5Z M2000/8-5Z Standard 50 v x M24308/8-52
39 M24308/8-6Z M2000/8-6Z Standard 9 v v M24308/8-12
40 M24308/8-7Z M2000/8-7Z Standard 15 v v M24308/8-22
41 M24308/8-82 M2000/8-82 Standard 25 v v M24308/8-32
42 M24308/8-9Z M2000/8-9Z Standard 37 v v M24308/8-4Z
43 M24308/8-10Z M2000/8-10Z Standard 50 v v M24308/8-52
44 M24308/8-259Z M2000/8-259Z Standard 9 x x M24308/8-12
45 M24308/8-260Z M2000/8-260Z Standard 15 x x M24308/8-22
46 M24308/8-261Z M2000/8-261Z Standard 25 x x M24308/8-3Z
47 M24308/8-262Z M2000/8-2622 Standard 37 x x M24308/8-42
48 M24308/8-263Z M2000/8-263Z Standard 50 x x M24308/8-52
49 M24308/8-11Z M2000/8-11Z High Density 15 v x M24308/8-112
50 M24308/8-12Z M2000/8-12Z High Density 26 v x M24308/8-12Z
51 M24308/8-13Z M2000/8-132 High Density 44 v x M24308/8-13Z
52 M24308/8-14Z M2000/8-14Z High Density 62 v x M24308/8-14Z
53 M24308/8-15Z M2000/8-15Z High Density 78 v x M24308/8-15Z
54 M24308/8-16Z M2000/8-16Z High Density 104 v x M24308/8-16Z
55 M24308/8-17Z M2000/8-17Z High Density 15 v v M24308/8-112
56 M24308/8-18Z M2000/8-18Z High Density 26 v v M24308/8-12Z
57 M24308/8-19Z M2000/8-192 High Density 44 v 4 M24308/8-13Z
58 M24308/8-20Z M2000/8-20Z High Density 62 v v M24308/8-14Z
59 M24308/8-21Z M2000/8-21Z High Density 78 4 4 M24308/8-15Z
60 M24308/8-22Z M2000/8-22Z High Density 104 v v M24308/8-16Z
61 M24308/8-264Z M2000/8-264Z2 High Density 15 x x M24308/8-112
62 M24308/8-265Z M2000/8-265Z High Density 26 x x M24308/8-12Z
63 M24308/8-266Z M2000/8-266Z2 High Density 44 x x M24308/8-13Z
64 M24308/8-267Z M2000/8-267Z High Density 62 x x M24308/8-14Z
65 M24308/8-268Z M2000/8-2682 High Density 78 x x M24308/8-15Z
66 M24308/8-269Z M2000/8-269Z High Density 104 x x M24308/8-16Z

v~ Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Plug Connector (Class ‘M’ Connector)

Sr. M.ilitary Manu.factu.rers Type NO,' of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
67 M24308/8-335 M2000/8-335 Standard 9 v x M24308/8-335
68 M24308/8-336 M2000/8-336 Standard 15 v x M24308/8-336
69 M24308/8-337 M2000/8-337 Standard 25 v x M24308/8-337
70 M24308/8-338 M2000/8-338 Standard 37 v x M24308/8-338
71 M24308/8-339 M2000/8-339 Standard 50 v x M24308/8-339
72 M24308/8-340 M2000/8-340 Standard 9 v v M24308/8-335
73 M24308/8-341 M2000/8-341 Standard 15 v v M24308/8-336
74 M24308/8-342 M2000/8-342 Standard 25 v v M24308/8-337
75 M24308/8-343 M2000/8-343 Standard 37 v v M24308/8-338
76 M24308/8-344 M2000/8-344 Standard 50 v v M24308/8-339
77 M24308/8-357 M2000/8-357 Standard 9 x x M24308/8-335
78 M24308/8-358 M2000/8-358 Standard 15 x x M24308/8-336
79 M24308/8-359 M2000/8-359 Standard 25 x x M24308/8-337
80 M24308/8-360 M2000/8-360 Standard 37 x x M24308/8-338
81 M24308/8-361 M2000/8-361 Standard 50 x x M24308/8-339
82 M24308/8-345 M2000/8-345 High Density 15 v x M24308/8-345
83 M24308/8-346 M2000/8-346 High Density 26 v x M24308/8-346
84 M24308/8-347 M2000/8-347 High Density 44 v x M24308/8-347
85 M24308/8-348 M2000/8-348 High Density 62 v x M24308/8-348
86 M24308/8-349 M2000/8-349 High Density 78 v x M24308/8-349
87 M24308/8-350 M2000/8-350 High Density 104 v x M24308/8-350
88 M24308/8-351 M2000/8-351 High Density 15 v v M24308/8-345
89 M24308/8-352 M2000/8-352 High Density 26 4 4 M24308/8-346
0 M24308/8-353 M2000/8-353 High Density 44 v v M24308/8-347
91 M24308/8-354 M2000/8-354 High Density 62 v 4 M24308/8-348
92 M24308/8-355 M2000/8-355 High Density 78 v v M24308/8-349
93 M24308/8-356 M2000/8-356 High Density 104 v v M24308/8-350
94 M24308/8-362 M2000/8-362 High Density 15 x x M24308/8-345
95 M24308/8-363 M2000/8-363 High Density 26 x x M24308/8-346
9% M24308/8-364 M2000/8-364 High Density 44 x x M24308/8-347
97 M24308/8-365 M2000/8-365 High Density 62 x x M24308/8-348
98 M24308/8-366 M2000/8-366 High Density 78 x x M24308/8-349
99 M24308/8-367 M2000/8-367 High Density 104 x x M24308/8-350

v~ Included with connector

¥ — Not included with connector




>

pproved Part List QPL Crimp Plug Connector (Float Mount With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Ng. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
1 M24308/4-302F M2000/4-302F Standard 9 v x M24308/4-302F
2 M24308/4-303F M2000/4-303F Standard 15 v x M24308/4-303F
3 M24308/4-304F M2000/4-304F Standard 25 v x M24308/4-304F
4 M24308/4-305F M2000/4-305F Standard 37 v x M24308/4-305F
5 M24308/4-306F M2000/4-306F Standard 50 v x M24308/4-306F
6 M24308/4-313F M2000/4-313F Standard 9 v v M24308/4-302F
7 M24308/4-314F M2000/4-314F Standard 15 v v M24308/4-303F
8 M24308/4-315F M2000/4-315F Standard 25 v v M24308/4-304F
9 M24308/4-316F M2000/4-316F Standard 37 v v M24308/4-305F
10 M24308/4-317F M2000/4-317F Standard 50 v v M24308/4-306F
11 M24308/4-324F M2000/4-324F Standard 9 x x M24308/4-302F
12 M24308/4-325F M2000/4-325F Standard 15 x x M24308/4-303F
13 M24308/4-326F M2000/4-326F Standard 25 x x M24308/4-304F
14 M24308/4-327F M2000/4-327F Standard 37 x x M24308/4-305F
15 M24308/4-328F M2000/4-328F Standard 50 x x M24308/4-306F
16 M24308/4-307F M2000/4-307F High Density 15 v x M24308/4-307F
17 M24308/4-308F M2000/4-308F High Density 26 v x M24308/4-308F
18 M24308/4-309F M2000/4-309F High Density 44 v x M24308/4-309F
19 M24308/4-310F M2000/4-310F High Density 62 v x M24308/4-310F
20 M24308/4-311F M2000/4-311F High Density 78 v x M24308/4-311F
21 M24308/4-312F M2000/4-312F High Density 104 v x M24308/4-312F
22 M24308/4-318F M2000/4-318F High Density 15 v v M24308/4-307F
23 M24308/4-319F M2000/4-319F High Density 26 v v M24308/4-308F
24 M24308/4-320F M2000/4-320F High Density 44 v 4 M24308/4-309F
25 M24308/4-321F M2000/4-321F High Density 62 v v M24308/4-310F
26 M24308/4-322F M2000/4-322F High Density 78 4 4 M24308/4-311F
27 M24308/4-323F M2000/4-323F High Density 104 v v M24308/4-312F
28 M24308/4-329F M2000/4-329F High Density 15 x x M24308/4-307F
29 M24308/4-330F M2000/4-330F High Density 26 x x M24308/4-308F
30 M24308/4-331F M2000/4-331F High Density 44 x x M24308/4-309F
31 M24308/4-332F M2000/4-332F High Density 62 x x M24308/4-310F
32 M24308/4-333F M2000/4-333F High Density 78 x x M24308/4-311F
33 M24308/4-334F M2000/4-334F High Density 104 x x M24308/4-312F

v~ Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Plug Connector (Float Mount With Magnetic Shell)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
34 M24308/4-435F M2000/4-435F Standard 9 v x M24308/4-435F
35 M24308/4-436F M2000/4-436F Standard 15 v x M24308/4-436F
36 M24308/4-437F M2000/4-437F Standard 25 v x M24308/4-437F
37 M24308/4-438F M2000/4-438F Standard 37 v x M24308/4-438F
38 M24308/4-439F M2000/4-439F Standard 50 v x M24308/4-439F
39 M24308/4-446F M2000/4-446F Standard 9 v v M24308/4-435F
40 M24308/4-447F M2000/4-447F Standard 15 v v M24308/4-436F
41 M24308/4-448F M2000/4-448F Standard 25 v v M24308/4-437F
42 M24308/4-449F M2000/4-449F Standard 37 v v M24308/4-438F
43 M24308/4-450F M2000/4-450F Standard 50 v v M24308/4-439F
44 M24308/4-457F M2000/4-457F Standard 9 x x M24308/4-435F
45 M24308/4-458F M2000/4-458F Standard 15 x x M24308/4-436F
46 M24308/4-459F M2000/4-459F Standard 25 x x M24308/4-437F
47 M24308/4-460F M2000/4-460F Standard 37 x x M24308/4-438F
48 M24308/4-461F M2000/4-461F Standard 50 x x M24308/4-439F
49 M24308/4-440F M2000/4-440F High Density 15 v x M24308/4-440F
50 M24308/4-441F M2000/4-441F High Density 26 v x M24308/4-441F
51 M24308/4-442F M2000/4-442F High Density 44 v x M24308/4-442F
52 M24308/4-443F M2000/4-443F High Density 62 v x M24308/4-443F
53 M24308/4-444F M2000/4-444F High Density 78 v x M24308/4-444F
54 M24308/4-445F M2000/4-445F High Density 104 v x M24308/4-445F
55 M24308/4-451F M2000/4-451F High Density 15 4 v M24308/4-440F
56 M24308/4-452F M2000/4-452F High Density 26 v 4 M24308/4-441F
57 M24308/4-453F M2000/4-453F High Density 44 v 4 M24308/4-442F
58 M24308/4-454F M2000/4-454F High Density 62 v 4 M24308/4-443F
59 M24308/4-455F M2000/4-455F High Density 78 v 4 M24308/4-444F
60 M24308/4-456F M2000/4-456F High Density 104 v v M24308/4-445F
61 M24308/4-462F M2000/4-462F High Density 15 x x M24308/4-440F
62 M24308/4-463F M2000/4-463F High Density 26 x x M24308/4-441F
63 M24308/4-464F M2000/4-464F High Density 44 x x M24308/4-442F
64 M24308/4-465F M2000/4-465F High Density 62 x x M24308/4-443F
65 M24308/4-466F M2000/4-466F High Density 78 x x M24308/4-444F
66 M24308/4-467F M2000/4-467F High Density 104 x x M24308/4-445F

v~ Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Plug Connector (Float Mount With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Ng. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
67 M24308/4-302Z M2000/4-302Z Standard 9 v x M24308/4-302Z
68 M24308/4-303Z M2000/4-303Z Standard 15 v x M24308/4-303Z
69 M24308/4-304Z M2000/4-304Z Standard 25 v x M24308/4-304Z
70 M24308/4-305Z M2000/4-305Z Standard 37 v x M24308/4-305Z
71 M24308/4-306Z M2000/4-306Z Standard 50 v x M24308/4-306Z
72 M24308/4-313Z M2000/4-313Z Standard 9 v v M24308/4-302Z
73 M24308/4-314Z M2000/4-314Z Standard 15 v v M24308/4-303Z
74 M24308/4-315Z M2000/4-315Z Standard 25 v v M24308/4-304Z
75 M24308/4-316Z M2000/4-316Z Standard 37 v v M24308/4-305Z
76 M24308/4-317Z M2000/4-317Z Standard 50 v v M24308/4-306Z
77 M24308/4-324Z M2000/4-324Z Standard 9 x x M24308/4-302Z
78 M24308/4-325Z M2000/4-3252 Standard 15 x x M24308/4-303Z
79 M24308/4-326Z M2000/4-326Z Standard 25 x x M24308/4-304Z
80 M24308/4-327Z M2000/4-327Z Standard 37 x x M24308/4-305Z
81 M24308/4-328Z M2000/4-328Z Standard 50 x x M24308/4-306Z
82 M24308/4-307Z M2000/4-3072 High Density 15 v x M24308/4-3072
83 M24308/4-308Z M2000/4-308Z High Density 26 v x M24308/4-308Z
84 M24308/4-309Z M2000/4-309Z High Density 44 v x M24308/4-3092
85 M24308/4-310Z M2000/4-310Z High Density 62 v x M24308/4-310Z
86 M24308/4-311Z M2000/4-311Z High Density 78 v x M24308/4-311Z
87 M24308/4-312Z M2000/4-312Z High Density 104 v x M24308/4-312Z
88 M24308/4-318Z M2000/4-3182 High Density 15 v v M24308/4-3072
89 M24308/4-319Z M2000/4-319Z High Density 26 v v M24308/4-308Z
90 M24308/4-320Z M2000/4-320Z High Density 44 v v M24308/4-3092
91 M24308/4-321Z M2000/4-321Z High Density 62 v v M24308/4-310Z
92 M24308/4-322Z M2000/4-3222 High Density 78 v 4 M24308/4-311Z
93 M24308/4-323Z M2000/4-323Z High Density 104 4 4 M24308/4-312Z
94 M24308/4-329Z M2000/4-3292 High Density 15 x x M24308/4-3072
95 M24308/4-330Z M2000/4-330Z High Density 26 x x M24308/4-308Z
96 M24308/4-331Z M2000/4-331Z High Density 44 x x M24308/4-3092
97 M24308/4-332Z M2000/4-332Z High Density 62 x x M24308/4-310Z
98 M24308/4-333Z M2000/4-333Z High Density 78 x x M24308/4-311Z
99 M24308/4-334Z M2000/4-334Z High Density 104 x x M24308/4-312Z

v~ Included with connector

¥ — Not included with connector




pproved Part List QPL Crimp Plug Connector (Float Mount With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type NO,' of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
100 M24308/4-435Z M2000/4-4352 Standard 9 v x M24308/4-435Z
101 M24308/4-436Z M2000/4-436Z Standard 15 v x M24308/4-436Z
102 M24308/4-437Z M2000/4-437Z Standard 25 v x M24308/4-437Z
103 M24308/4-4382 M2000/4-438Z Standard 37 v x M24308/4-4382
104 M24308/4-439Z M2000/4-439Z Standard 50 v x M24308/4-439Z
105 M24308/4-446Z M2000/4-446Z Standard 9 v v M24308/4-4352
106 M24308/4-4477 M2000/4-447Z Standard 15 v 4 M24308/4-436Z
107 M24308/4-4482 M2000/4-448Z Standard 25 v v M24308/4-4372
108 M24308/4-4497 M2000/4-4492 Standard 37 v v M24308/4-4382
109 M24308/4-450Z M2000/4-450Z Standard 50 v v M24308/4-4392
10 M24308/4-457Z M2000/4-4572 Standard 9 x x M24308/4-435Z
11 M24308/4-4582 M2000/4-458Z Standard 15 x x M24308/4-436Z
12 M24308/4-459Z2 M2000/4-4592 Standard 25 x x M24308/4-4372
13 M24308/4-460Z M2000/4-460Z Standard 37 x x M24308/4-4382
14 M24308/4-461Z M2000/4-4612 Standard 50 x x M24308/4-439Z
15 M24308/4-440Z M2000/4-440Z High Density 15 v x M24308/4-440Z
16 M24308/4-441Z M2000/4-441Z High Density 26 v x M24308/4-441Z
17 M24308/4-442Z M2000/4-442Z High Density 44 v x M24308/4-4427
18 M24308/4-443Z M2000/4-4432 High Density 62 v x M24308/4-443Z
19 M24308/4-4442 M2000/4-444Z High Density 78 v x M24308/4-4442
120 M24308/4-4457 M2000/4-4452 High Density 104 v x M24308/4-4452
121 M24308/4-451Z M2000/4-451Z High Density 15 v v M24308/4-440Z
122 M24308/4-4527 M2000/4-4522 High Density 26 v v M24308/4-4412Z
123 M24308/4-453Z M2000/4-453Z High Density 44 v v M24308/4-4427
124 M24308/4-4547 M2000/4-4542 High Density 62 v v M24308/4-443Z
125 M24308/4-4552 M2000/4-455Z High Density 78 v v M24308/4-4442
126 M24308/4-456Z M2000/4-456Z High Density 104 4 v M24308/4-44572
127 M24308/4-462Z M2000/4-462Z High Density 15 x x M24308/4-440Z
128 M24308/4-4632 M2000/4-463Z High Density 26 x x M24308/4-4412
129 M24308/4-464Z M2000/4-4642 High Density 44 x x M24308/4-4427
130 M24308/4-4652 M2000/4-4652 High Density 62 x x M24308/4-4432
131 M24308/4-466Z M2000/4-4662 High Density 78 x x M24308/4-4447
132 M24308/4-4672 M2000/4-467Z High Density 104 x x M24308/4-4452

v~ Included with connector

¥ — Not included with connector
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A

pproved Part List QPL Crimp Plug Connector (Float Mount With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Ng. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
133 M24308/4-302K M2000/4-302K Standard 9 v x M24308/4-302K
134 M24308/4-303K M2000/4-303K Standard 15 v x M24308/4-303K
135 M24308/4-304K M2000/4-304K Standard 25 v x M24308/4-304K
136 M24308/4-305K M2000/4-305K Standard 37 v x M24308/4-305K
137 M24308/4-306K M2000/4-306K Standard 50 v x M24308/4-306K
138 M24308/4-313K M2000/4-313K Standard 9 v v M24308/4-302K
139 M24308/4-314K M2000/4-314K Standard 15 v v M24308/4-303K
140 M24308/4-315K M2000/4-315K Standard 25 v v M24308/4-304K
141 M24308/4-316K M2000/4-316K Standard 37 v v M24308/4-305K
142 M24308/4-317K M2000/4-317K Standard 50 v v M24308/4-306K
143 M24308/4-324K M2000/4-324K Standard 9 x x M24308/4-302K
144 M24308/4-325K M2000/4-325K Standard 15 x x M24308/4-303K
145 M24308/4-326K M2000/4-326K Standard 25 x x M24308/4-304K
146 M24308/4-327K M2000/4-327K Standard 37 x x M24308/4-305K
147 M24308/4-328K M2000/4-328K Standard 50 x x M24308/4-306K
148 M24308/4-307K M2000/4-307K High Density 15 v x M24308/4-307K
149 M24308/4-308K M2000/4-308K High Density 26 v x M24308/4-308K
150 M24308/4-309K M2000/4-309K High Density 44 v x M24308/4-309K
151 M24308/4-310K M2000/4-310K High Density 62 v x M24308/4-310K
152 M24308/4-311K M2000/4-311K High Density 78 v x M24308/4-311K
153 M24308/4-312K M2000/4-312K High Density 104 v x M24308/4-312K
154 M24308/4-318K M2000/4-318K High Density 15 v v M24308/4-307K
155 M24308/4-319K M2000/4-319K High Density 26 v v M24308/4-308K
156 M24308/4-320K M2000/4-320K High Density 44 v 4 M24308/4-309K
157 M24308/4-321K M2000/4-321K High Density 62 v v M24308/4-310K
158 M24308/4-322K M2000/4-322K High Density 78 4 4 M24308/4-311K
159 M24308/4-323K M2000/4-323K High Density 104 v v M24308/4-312K
160 M24308/4-329K M2000/4-329K High Density 15 x x M24308/4-307K
161 M24308/4-330K M2000/4-330K High Density 26 x x M24308/4-308K
162 M24308/4-331K M2000/4-331K High Density 44 x x M24308/4-309K
163 M24308/4-332K M2000/4-332K High Density 62 x x M24308/4-310K
164 M24308/4-333K M2000/4-333K High Density 78 x x M24308/4-311K
165 M24308/4-334K M2000/4-334K High Density 104 x x M24308/4-312K

v~ Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Plug Connector (Float Mount With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type NO,' of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
166 M24308/4-435K M2000/4-435K Standard 9 v x M24308/4-435K
167 M24308/4-436K M2000/4-436K Standard 15 v x M24308/4-436K
168 M24308/4-437K M2000/4-437K Standard 25 v x M24308/4-437K
169 M24308/4-438K M2000/4-438K Standard 37 v x M24308/4-438K
170 M24308/4-439K M2000/4-439K Standard 50 v x M24308/4-439K
171 M24308/4-446K M2000/4-446K Standard 9 v v M24308/4-435K
172 M24308/4-447K M2000/4-447K Standard 15 v 4 M24308/4-436K
173 M24308/4-448K M2000/4-448K Standard 25 v v M24308/4-437K
174 M24308/4-449K M2000/4-449K Standard 37 v v M24308/4-438K
175 M24308/4-450K M2000/4-450K Standard 50 v v M24308/4-439K
176 M24308/4-457K M2000/4-457K Standard 9 x x M24308/4-435K
177 M24308/4-458K M2000/4-458K Standard 15 x x M24308/4-436K
178 M24308/4-459K M2000/4-459K Standard 25 x x M24308/4-437K
179 M24308/4-460K M2000/4-460K Standard 37 x x M24308/4-438K
180 M24308/4-461K M2000/4-461K Standard 50 x x M24308/4-439K
181 M24308/4-440K M2000/4-440K High Density 15 v x M24308/4-440K
182 M24308/4-441K M2000/4-441K High Density 26 v x M24308/4-441K
183 M24308/4-442K M2000/4-442K High Density 44 v x M24308/4-442K
184 M24308/4-443K M2000/4-443K High Density 62 v x M24308/4-443K
185 M24308/4-444K M2000/4-444K High Density 78 v x M24308/4-444K
186 M24308/4-445K M2000/4-445K High Density 104 v x M24308/4-445K
187 M24308/4-451K M2000/4-451K High Density 15 v v M24308/4-440K
188 M24308/4-452K M2000/4-452K High Density 26 v v M24308/4-441K
189 M24308/4-453K M2000/4-453K High Density 44 v v M24308/4-442K
190 M24308/4-454K M2000/4-454K High Density 62 v v M24308/4-443K
191 M24308/4-455K M2000/4-455K High Density 78 v 4 M24308/4-444K
192 M24308/4-456K M2000/4-456K High Density 104 v v M24308/4-445K
193 M24308/4-462K M2000/4-462K High Density 15 x x M24308/4-440K
194 M24308/4-463K M2000/4-463K High Density 26 x x M24308/4-441K
195 M24308/4-464K M2000/4-464K High Density 44 x x M24308/4-442K
196 M24308/4-465K M2000/4-465K High Density 62 x x M24308/4-443K
197 M24308/4-466K M2000/4-466K High Density 78 x x M24308/4-444K
198 M24308/4-467K M2000/4-467K High Density 104 x x M24308/4-445K

v~ Included with connector

¥ — Not included with connector
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A

pproved Part List QPL Crimp Plug Connector (Float Mount Class ‘D" Connector)

Sr. M.ilitar)f Manulfactu'rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
199 M24308/4-368 M2000/4-368 Standard 9 v x M24308/4-368
200 M24308/4-369 M2000/4-369 Standard 15 v x M24308/4-369
201 M24308/4-370 M2000/4-370 Standard 25 v x M24308/4-370
202 M24308/4-371 M2000/4-371 Standard 37 v x M24308/4-371
203 M24308/4-372 M2000/4-372 Standard 50 v x M24308/4-372
204 M24308/4-379 M2000/4-379 Standard 9 v v M24308/4-368
205 M24308/4-380 M2000/4-380 Standard 15 v v M24308/4-369
206 M24308/4-381 M2000/4-381 Standard 25 v 4 M24308/4-370
207 M24308/4-382 M2000/4-382 Standard 37 4 4 M24308/4-371
208 M24308/4-383 M2000/4-383 Standard 50 v v M24308/4-372
209 M24308/4-390 M2000/4-390 Standard 9 x x M24308/4-368
210 M24308/4-391 M2000/4-391 Standard 15 x x M24308/4-369
21 M24308/4-392 M2000/4-392 Standard 25 x x M24308/4-370
212 M24308/4-393 M2000/4-393 Standard 37 x x M24308/4-371
213 M24308/4-394 M2000/4-394 Standard 50 x x M24308/4-372
214 M24308/4-373 M2000/4-373 High Density 15 v x M24308/4-373
215 M24308/4-374 M2000/4-374 High Density 26 v x M24308/4-374
216 M24308/4-375 M2000/4-375 High Density 44 v x M24308/4-375
217 M24308/4-376 M2000/4-376 High Density 62 v x M24308/4-376
218 M24308/4-377 M2000/4-377 High Density 78 v x M24308/4-377
219 M24308/4-378 M2000/4-378 High Density 104 v x M24308/4-378
220 M24308/4-384 M2000/4-384 High Density 15 v v M24308/4-373
221 M24308/4-385 M2000/4-385 High Density 26 v v M24308/4-374
222 M24308/4-386 M2000/4-386 High Density 44 4 v M24308/4-375
223 M24308/4-387 M2000/4-387 High Density 62 v 4 M24308/4-376
224 M24308/4-388 M2000/4-388 High Density 78 v v M24308/4-377
225 M24308/4-389 M2000/4-389 High Density 104 v v M24308/4-378
226 M24308/4-395 M2000/4-395 High Density 15 x x M24308/4-373
227 M24308/4-396 M2000/4-396 High Density 26 x x M24308/4-374
228 M24308/4-397 M2000/4-397 High Density 44 x x M24308/4-375
229 M24308/4-398 M2000/4-398 High Density 62 x x M24308/4-376
230 M24308/4-399 M2000/4-399 High Density 78 x x M24308/4-377
231 M24308/4-400 M2000/4-400 High Density 104 x x M24308/4-378

v~ Included with connector

¥ — Not included with connector
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A

pproved Part List QPL Crimp Plug Connector (Float Mount Class ‘D" Connector)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
232 M24308/4-401 M2000/4-401 Standard 9 v x M24308/4-401
233 M24308/4-402 M2000/4-402 Standard 15 v x M24308/4-402
234 M24308/4-403 M2000/4-403 Standard 25 v x M24308/4-403
235 M24308/4-404 M2000/4-404 Standard 37 v x M24308/4-404
236 M24308/4-405 M2000/4-405 Standard 50 v x M24308/4-405
237 M24308/4-412 M2000/4-412 Standard 9 v v M24308/4-401
238 M24308/4-413 M2000/4-413 Standard 15 v v M24308/4-402
239 M24308/4-414 M2000/4-414 Standard 25 v v M24308/4-403
240 M24308/4-415 M2000/4-415 Standard 37 v v M24308/4-404
241 M24308/4-416 M2000/4-416 Standard 50 v v M24308/4-405
242 M24308/4-423 M2000/4-423 Standard 9 x x M24308/4-401
243 M24308/4-424 M2000/4-424 Standard 15 x x M24308/4-402
244 M24308/4-425 M2000/4-425 Standard 25 x x M24308/4-403
245 M24308/4-426 M2000/4-426 Standard 37 x x M24308/4-404
246 M24308/4-427 M2000/4-427 Standard 50 x x M24308/4-405
247 M24308/4-406 M2000/4-406 High Density 15 v x M24308/4-406
248 M24308/4-407 M2000/4-407 High Density 26 v x M24308/4-407
249 M24308/4-408 M2000/4-408 High Density 44 v x M24308/4-408
250 M24308/4-409 M2000/4-409 High Density 62 v x M24308/4-409
251 M24308/4-410 M2000/4-410 High Density 78 v x M24308/4-410
252 M24308/4-411 M2000/4-411 High Density 104 v x M24308/4-411
253 M24308/4-417 M2000/4-417 High Density 15 4 v M24308/4-406
254 M24308/4-418 M2000/4-418 High Density 26 v 4 M24308/4-407
255 M24308/4-419 M2000/4-419 High Density 44 v 4 M24308/4-408
256 M24308/4-420 M2000/4-420 High Density 62 v 4 M24308/4-409
257 M24308/4-421 M2000/4-421 High Density 78 v 4 M24308/4-410
258 M24308/4-422 M2000/4-422 High Density 104 v v M24308/4-411
259 M24308/4-428 M2000/4-428 High Density 15 x x M24308/4-406
260 M24308/4-429 M2000/4-429 High Density 26 x x M24308/4-407
261 M24308/4-430 M2000/4-430 High Density 44 x x M24308/4-408
262 M24308/4-431 M2000/4-431 High Density 62 x x M24308/4-409
263 M24308/4-432 M2000/4-432 High Density 78 x x M24308/4-410
264 M24308/4-433 M2000/4-433 High Density 104 x x M24308/4-411

v~ Included with connector

¥ — Not included with connector
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>

pproved Part List QPL Crimp Plug Connector (Float Mount With Non-Magnetic Shell)

Sr. M'ilitary Manu.factu.rers Type No. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
1 M24308/8-302F M2000/8-302F Standard 9 v x M24308/8-302F
2 M24308/8-303F M2000/8-303F Standard 15 v x M24308/8-303F
3 M24308/8-304F M2000/8-304F Standard 25 v x M24308/8-304F
4 M24308/8-305F M2000/8-305F Standard 37 v * M24308/8-305F
5 M24308/8-306F M2000/8-306F Standard 50 v x M24308/8-306F
6 M24308/8-313F M2000/8-313F Standard 9 v v M24308/8-302F
7 M24308/8-314F M2000/8-314F Standard 15 v v M24308/8-303F
8 M24308/8-315F M2000/8-315F Standard 25 v v M24308/8-304F
9 M24308/8-316F M2000/8-316F Standard 37 v v M24308/8-305F
10 M24308/8-317F M2000/8-317F Standard 50 v v M24308/8-306F
11 M24308/8-324F M2000/8-324F Standard 9 x x M24308/8-302F
12 M24308/8-325F M2000/8-325F Standard 15 x x M24308/8-303F
13 M24308/8-326F M2000/8-326F Standard 25 x * M24308/8-304F
14 M24308/8-327F M2000/8-327F Standard 37 x x M24308/8-305F
15 M24308/8-328F M2000/8-328F Standard 50 x * M24308/8-306F
16 M24308/8-307F M2000/8-307F High Density 15 v x M24308/8-307F
17 M24308/8-308F M2000/8-308F High Density 26 v x M24308/8-308F
18 M24308/8-309F M2000/8-309F High Density 44 v * M24308/8-309F
19 M24308/8-310F M2000/8-310F High Density 62 v x M24308/8-310F
20 M24308/8-311F M2000/8-311F High Density 78 v * M24308/8-311F
21 M24308/8-312F M2000/8-312F High Density 104 v x M24308/8-312F
22 M24308/8-318F M2000/8-318F High Density 15 4 v M24308/8-307F
23 M24308/8-319F M2000/8-319F High Density 26 v v M24308/8-308F
24 M24308/8-320F M2000/8-320F High Density 44 v v M24308/8-309F
25 M24308/8-321F M2000/8-321F High Density 62 v v M24308/8-310F
26 M24308/8-322F M2000/8-322F High Density 78 v v M24308/8-311F
27 M24308/8-323F M2000/8-323F High Density 104 v v M24308/8-312F
28 M24308/8-329F M2000/8-329F High Density 15 x x M24308/8-307F
29 M24308/8-330F M2000/8-330F High Density 26 x x M24308/8-308F
30 M24308/8-331F M2000/8-331F High Density 44 x x M24308/8-309F
31 M24308/8-332F M2000/8-332F High Density 62 x x M24308/8-310F
32 M24308/8-333F M2000/8-333F High Density 78 x x M24308/8-311F
33 M24308/8-334F M2000/8-334F High Density 104 x x M24308/8-312F

v~ Included with connector

¥ — Not included with connector




A

pproved Part List QPL Crimp Plug Connector (Float Mount With Non-Magnetic Shell)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp IR Tool Marking On The
No. Designation Designation Pins Contact Connector
34 M24308/8-435F M2000/8-435F Standard 9 v x M24308/8-435F
35 M24308/8-436F M2000/8-436F Standard 15 v x M24308/8-436F
36 M24308/8-437F M2000/8-437F Standard 25 v x M24308/8-437F
37 M24308/8-438F M2000/8-438F Standard 37 v x M24308/8-438F
38 M24308/8-439F M2000/8-439F Standard 50 v x M24308/8-439F
39 M24308/8-446F M2000/8-446F Standard 9 v v M24308/8-435F
40 M24308/8-447F M2000/8-447F Standard 15 v v M24308/8-436F
41 M24308/8-448F M2000/8-448F Standard 25 v v M24308/8-437F
42 M24308/8-449F M2000/8-449F Standard 37 v v M24308/8-438F
43 M24308/8-450F M2000/8-450F Standard 50 v v M24308/8-439F
44 M24308/8-457F M2000/8-457F Standard 9 x x M24308/8-435F
45 M24308/8-458F M2000/8-458F Standard 15 x x M24308/8-436F
46 M24308/8-459F M2000/8-459F Standard 25 x x M24308/8-437F
47 M24308/8-460F M2000/8-460F Standard 37 x x M24308/8-438F
48 M24308/8-461F M2000/8-461F Standard 50 x x M24308/8-439F
49 M24308/8-440F M2000/8-440F High Density 15 v x M24308/8-440F
50 M24308/8-441F M2000/8-441F High Density 26 v x M24308/8-441F
51 M24308/8-442F M2000/8-442F High Density 44 v x M24308/8-442F
52 M24308/8-443F M2000/8-443F High Density 62 v x M24308/8-443F
53 M24308/8-444F M2000/8-444F High Density 78 v x M24308/8-444F
54 M24308/8-445F M2000/8-445F High Density 104 v x M24308/8-445F
55 M24308/8-451F M2000/8-451F High Density 15 v v M24308/8-440F
56 M24308/8-452F M2000/8-452F High Density 26 v v M24308/8-441F
57 M24308/8-453F M2000/8-453F High Density 44 v v M24308/8-442F
58 M24308/8-454F M2000/8-454F High Density 62 v v M24308/8-443F
59 M24308/8-455F M2000/8-455F High Density 78 v v M24308/8-444F
60 M24308/8-456F M2000/8-456F High Density 104 v v M24308/8-445F
61 M24308/8-462F M2000/8-462F High Density 15 x x M24308/8-440F
62 M24308/8-463F M2000/8-463F High Density 26 x x M24308/8-441F
63 M24308/8-464F M2000/8-464F High Density 44 x x M24308/8-442F
64 M24308/8-465F M2000/8-465F High Density 62 x x M24308/8-443F
65 M24308/8-466F M2000/8-466F High Density 78 x x M24308/8-444F
66 M24308/8-467F M2000/8-467F High Density 104 x x M24308/8-445F

v~ Included with connector

¥ — Not included with connector
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A

pproved Part List QPL Crimp Plug Connector (Float Mount With Non-Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type NO,' of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
67 M24308/8-302Z M2000/8-302Z Standard 9 v x M24308/8-302Z
68 M24308/8-303Z M2000/8-303Z Standard 15 v x M24308/8-3032
69 M24308/8-304Z M2000/8-304Z Standard 25 v x M24308/8-304Z
70 M24308/8-305Z M2000/8-305Z Standard 37 v x M24308/8-3052
71 M24308/8-306Z M2000/8-306Z Standard 50 v x M24308/8-306Z
72 M24308/8-313Z M2000/8-313Z Standard 9 v v M24308/8-302Z
73 M24308/8-314Z M2000/8-314Z Standard 15 v v M24308/8-303Z
74 M24308/8-315Z M2000/8-315Z Standard 25 v v M24308/8-304Z
75 M24308/8-316Z M2000/8-316Z Standard 37 v v M24308/8-305Z
76 M24308/8-317Z M2000/8-317Z Standard 50 v v M24308/8-306Z
77 M24308/8-324Z M2000/8-324Z Standard 9 x x M24308/8-302Z
78 M24308/8-3252 M2000/8-325Z Standard 15 x x M24308/8-3032
79 M24308/8-326Z M2000/8-326Z Standard 25 x x M24308/8-304Z
80 M24308/8-327Z M2000/8-327Z Standard 37 x x M24308/8-3052
81 M24308/8-328Z M2000/8-3282 Standard 50 x x M24308/8-306Z
82 M24308/8-307Z M2000/8-307Z High Density 15 v x M24308/8-3072
83 M24308/8-308Z M2000/8-308Z High Density 26 v x M24308/8-308Z
84 M24308/8-309Z M2000/8-309Z High Density 44 v x M24308/8-3092
85 M24308/8-310Z M2000/8-310Z High Density 62 v x M24308/8-310Z
86 M24308/8-311Z M2000/8-311Z High Density 78 v x M24308/8-311Z
87 M24308/8-312Z M2000/8-312Z High Density 104 v x M24308/8-312Z
88 M24308/8-318Z M2000/8-318Z High Density 15 v v M24308/8-3072
89 M24308/8-319Z M2000/8-319Z High Density 26 4 4 M24308/8-308Z
90 M24308/8-320Z M2000/8-320Z High Density 44 v v M24308/8-309Z
91 M24308/8-321Z M2000/8-321Z High Density 62 v v M24308/8-310Z
92 M24308/8-322Z M2000/8-322Z High Density 78 v v M24308/8-311Z
93 M24308/8-323Z M2000/8-323Z High Density 104 v v M24308/8-312Z
94 M24308/8-329Z M2000/8-329Z High Density 15 x x M24308/8-307Z
95 M24308/8-330Z M2000/8-330Z High Density 26 x x M24308/8-308Z
96 M24308/8-331Z M2000/8-331Z High Density 44 x x M24308/8-309Z
97 M24308/8-332Z M2000/8-332Z High Density 62 x x M24308/8-3102
98 M24308/8-333Z M2000/8-333Z High Density 78 x x M24308/8-311Z
99 M24308/8-3342 M2000/8-334Z High Density 104 x x M24308/8-3122

v~ Included with connector

¥ — Not included with connector
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pproved Part List QPL Crimp Plug Connector (Float Mount With Non-Magnetic Shell)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp IR Tool Marking On The
No. Designation Designation Pins Contact Connector
100 M24308/8-4352 M2000/8-4352 Standard 9 v x M24308/8-4352
101 M24308/8-436Z M2000/8-436Z Standard 15 v x M24308/8-436Z
102 M24308/8-4372 M2000/8-437Z Standard 25 v x M24308/8-4372
103 M24308/8-438Z M2000/8-438Z Standard 37 v x M24308/8-438Z
104 M24308/8-439Z M2000/8-439Z Standard 50 v x M24308/8-4392
105 M24308/8-446Z M2000/8-446Z Standard 9 v v M24308/8-4352
106 M24308/8-4472 M2000/8-4472 Standard 15 v v M24308/8-436Z
107 M24308/8-448Z M2000/8-448Z Standard 25 v v M24308/8-4372
108 M24308/8-4492 M2000/8-449Z Standard 37 v v M24308/8-4382
109 M24308/8-450Z M2000/8-450Z Standard 50 v v M24308/8-4392
10 M24308/8-4572 M2000/8-457Z Standard 9 x x M24308/8-4352
111 M24308/8-458Z M2000/8-4582 Standard 15 x x M24308/8-436Z
112 M24308/8-459Z M2000/8-4592 Standard 25 x x M24308/8-4372
113 M24308/8-460Z M2000/8-460Z Standard 37 x x M24308/8-4382
14 M24308/8-4612 M2000/8-461Z Standard 50 x x M24308/8-4392
115 M24308/8-440Z M2000/8-440Z High Density 15 v x M24308/8-440Z
116 M24308/8-441Z M2000/8-441Z High Density 26 v x M24308/8-4412
17 M24308/8-4427 M2000/8-442Z High Density 44 v x M24308/8-4427
118 M24308/8-443Z M2000/8-443Z High Density 62 v x M24308/8-4432
19 M24308/8-4447 M2000/8-444Z High Density 78 v x M24308/8-4447
120 M24308/8-445Z M2000/8-445Z High Density 104 v x M24308/8-4452
121 M24308/8-451Z M2000/8-451Z High Density 15 v v M24308/8-440Z
122 M24308/8-452Z M2000/8-452Z High Density 26 v v M24308/8-4412
123 M24308/8-453Z M2000/8-453Z High Density 44 v v M24308/8-4427
124 M24308/8-454Z M2000/8-454Z High Density 62 v v M24308/8-4432
125 M24308/8-455Z M2000/8-455Z High Density 78 v v M24308/8-4447
126 M24308/8-456Z M2000/8-456Z High Density 104 v v M24308/8-4452
127 M24308/8-462Z M2000/8-462Z High Density 15 x x M24308/8-440Z
128 M24308/8-463Z M2000/8-463Z High Density 26 x x M24308/8-4412
129 M24308/8-464Z M2000/8-464Z High Density 44 x x M24308/8-4427
130 M24308/8-465Z M2000/8-465Z High Density 62 x x M24308/8-4432
131 M24308/8-466Z M2000/8-466Z High Density 78 x x M24308/8-4447
132 M24308/8-467Z M2000/8-467Z High Density 104 x x M24308/8-4452

v~ Included with connector

¥ — Not included with connector
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A

pproved Part List QPL Crimp Plug Connector (Float Mount Class ‘M’ Connector)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
133 M24308/8-368 M2000/8-368 Standard 9 v x M24308/8-368
134 M24308/8-369 M2000/8-369 Standard 15 v x M24308/8-369
135 M24308/8-370 M2000/8-370 Standard 25 v x M24308/8-370
136 M24308/8-371 M2000/8-371 Standard 37 v x M24308/8-371
137 M24308/8-372 M2000/8-372 Standard 50 v x M24308/8-372
138 M24308/8-379 M2000/8-379 Standard 9 v v M24308/8-368
139 M24308/8-380 M2000/8-380 Standard 15 v v M24308/8-369
140 M24308/8-381 M2000/8-381 Standard 25 v v M24308/8-370
141 M24308/8-382 M2000/8-382 Standard 37 v v M24308/8-371
142 M24308/8-383 M2000/8-383 Standard 50 v v M24308/8-372
143 M24308/8-390 M2000/8-390 Standard 9 x x M24308/8-368
144 M24308/8-391 M2000/8-391 Standard 15 x x M24308/8-369
145 M24308/8-392 M2000/8-392 Standard 25 x x M24308/8-370
146 M24308/8-393 M2000/8-393 Standard 37 x x M24308/8-371
147 M24308/8-394 M2000/8-394 Standard 50 x x M24308/8-372
148 M24308/8-373 M2000/8-373 High Density 15 v x M24308/8-373
149 M24308/8-374 M2000/8-374 High Density 26 v x M24308/8-374
150 M24308/8-375 M2000/8-375 High Density 44 v x M24308/8-375
151 M24308/8-376 M2000/8-376 High Density 62 v x M24308/8-376
152 M24308/8-377 M2000/8-377 High Density 78 v x M24308/8-377
153 M24308/8-378 M2000/8-378 High Density 104 v x M24308/8-378
154 M24308/8-384 M2000/8-384 High Density 15 v v M24308/8-373
155 M24308/8-385 M2000/8-385 High Density 26 v 4 M24308/8-374
156 M24308/8-386 M2000/8-386 High Density 44 v v M24308/8-375
157 M24308/8-387 M2000/8-387 High Density 62 v 4 M24308/8-376
158 M24308/8-388 M2000/8-388 High Density 78 v 4 M24308/8-377
159 M24308/8-389 M2000/8-389 High Density 104 v 4 M24308/8-378
160 M24308/8-395 M2000/8-395 High Density 15 x x M24308/8-373
161 M24308/8-396 M2000/8-396 High Density 26 x x M24308/8-374
162 M24308/8-397 M2000/8-397 High Density 44 x x M24308/8-375
163 M24308/8-398 M2000/8-398 High Density 62 x x M24308/8-376
164 M24308/8-399 M2000/8-399 High Density 78 x x M24308/8-377
165 M24308/8-400 M2000/8-400 High Density 104 x x M24308/8-378

v~ Included with connector

¥ — Not included with connector
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A

pproved Part List QPL Crimp Plug Connector (Float Mount Class ‘M’ Connector)

Sr. M'ilitary Manu.factu.rers Type Nq. of Crimp | R Tool Marking On The
No. Designation Designation Pins Contact Connector
166 M24308/8-401 M2000/8-401 Standard 9 v x M24308/8-401
167 M24308/8-402 M2000/8-402 Standard 15 v x M24308/8-402
168 M24308/8-403 M2000/8-403 Standard 25 v x M24308/8-403
169 M24308/8-404 M2000/8-404 Standard 37 v x M24308/8-404
170 M24308/8-405 M2000/8-405 Standard 50 v x M24308/8-405
171 M24308/8-412 M2000/8-412 Standard 9 v v M24308/8-401
172 M24308/8-413 M2000/8-413 Standard 15 v v M24308/8-402
173 M24308/8-414 M2000/8-414 Standard 25 v v M24308/8-403
174 M24308/8-415 M2000/8-415 Standard 37 v v M24308/8-404
175 M24308/8-416 M2000/8-416 Standard 50 v v M24308/8-405
176 M24308/8-423 M2000/8-423 Standard 9 x x M24308/8-401
177 M24308/8-424 M2000/8-424 Standard 15 x x M24308/8-402
178 M24308/8-425 M2000/8-425 Standard 25 x x M24308/8-403
179 M24308/8-426 M2000/8-426 Standard 37 x x M24308/8-404
180 M24308/8-427 M2000/8-427 Standard 50 x x M24308/8-405
181 M24308/8-406 M2000/8-406 High Density 15 v x M24308/8-406
182 M24308/8-407 M2000/8-407 High Density 26 v x M24308/8-407
183 M24308/8-408 M2000/8-408 High Density 44 v x M24308/8-408
184 M24308/8-409 M2000/8-409 High Density 62 v x M24308/8-409
185 M24308/8-410 M2000/8-410 High Density 78 v x M24308/8-410
186 M24308/8-411 M2000/8-411 High Density 104 v x M24308/8-411
187 M24308/8-417 M2000/8-417 High Density 15 4 v M24308/8-406
188 M24308/8-418 M2000/8-418 High Density 26 v 4 M24308/8-407
189 M24308/8-419 M2000/8-419 High Density 44 v 4 M24308/8-408
190 M24308/8-420 M2000/8-420 High Density 62 v 4 M24308/8-409
191 M24308/8-421 M2000/8-421 High Density 78 v 4 M24308/8-410
192 M24308/8-422 M2000/8-422 High Density 104 v v M24308/8-411
193 M24308/8-428 M2000/8-428 High Density 15 x x M24308/8-406
194 M24308/8-429 M2000/8-429 High Density 26 x x M24308/8-407
195 M24308/8-430 M2000/8-430 High Density 44 x x M24308/8-408
196 M24308/8-431 M2000/8-431 High Density 62 x x M24308/8-409
197 M24308/8-432 M2000/8-432 High Density 78 x x M24308/8-410
198 M24308/8-433 M2000/8-433 High Density 104 x x M24308/8-411

v~ Included with connector

¥ — Not included with connector
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ontact Information For Standard D-Sub

CRIMP CONTACTS
Closed Crimp Barrel

MALE CONTACT
A
* Colour Code

FEMALE CONTACT ("CLOSED ENTRY") DESIGN)

0.040

(1,02)
= ;

Stainless Steel Shroud

0.170
(4,32)

0.170
(4,32)

Material - Copper Alloy.
Plating - Gold flash over nickel or
0.000050 inch (1.2744) gold over copper for
military specification contacts.
% Colour Code - ORANGE / BLUE / GREY for military

Material - Brass
Plating - Gold flash over nickel or
0.000050 inch (1.2744) gold over copper for
military specification contacts.
% Colour Code - ORANGE / BLUE / WHITE for military

specification contacts specification contacts
WIRE SIZE WIRE SIZE

PART NO. A B C PART NO. A B C
(AWG (MM?) ¢ ¢ (AWG (MM?) ? ¢
M2000-107687 20/22/24 0.538 | 0.044 ([ 0.066 M2000-107688 20/22/24 0.550 | 0.044 | 0.066
(0,5/0,3/0,25) | (13,67) [ (1,12) | (1,68) (0,5/0,3/0,25) | (13,97) | (1,12) | (1,68)
M2000-109979 26/28/30 0.538 | 0.027 | 0.066 M2000-109980 26/28/30 0.550 | 0.027 | 0.066
(0,12/0,08/0,5) | (13,67) | (0,69) | (1,68) (0,12/0,08/0,5) | (13,97) | (0,69) | (1,68)
- M39029/63-368 20/22/24 0.538 | 0.044 ([ 0.066 - M39029/64-369 20/22/24 0.550 | 0.044 | 0.066
(0,5/0,3/0,25) | (13,67) | (1,12) | (1,68) (0,5/0,3/0,25) | (13,97) | (1,12) | (1,68)

Crimp contacts can be supplied in kit with connector or ordered separately.

Contact Information For High Density D-Sub

CRIMP CONTACTS
Closed Crimp Barrel

c o A w A l—cﬁ
* Colour Code
—l * Colour Code 0.030 \
M B 'Cig (1,76) }—j< ]M <*077DH
o8 M % [ T
? 0.150 o B
B @ (3-1,81) Stainless Steel Shroud (3,81)
Material - Copper Alloy. Material - Brass
Plating - Gold flash over nickel or Plating - Gold flash over nickel or
0.000050 inch (1.27L4) gold over copper for 0.000050 inch (1.274) gold over copper for
military specification contacts. military specification contacts.
% Colour Code - ORANGE/GREEN/YELLOW for military % Colour Code - ORANGE / BLUE / BLACK for military
specification contacts specification contacts
WIRE SIZE WIRE SIZE
PART NO. A B¢ Co PART NO. A Bo Co
(AWG (MM?) (AWG (MM?)
22/24/26/28 0.518 | 0.035 | 0.047 22/24/26/28 0.531 | 0.035 | 0.047
M2000-107294 M2000-105794
(0,3/0,25/0,12/0,08/0,05) |(13,16)| (0,89) | (1,19) (0,3/0,25/0,12/0,08/0,05) |(13,49)| (0,89) | (1,19)
22/24/26/28 0.518 | 0.035 [ 0.047 22/24/26/28 0.531 | 0.035 | 0.047
*M39029/57-354 *M39029/58-360]
(0,3/0,25/0,12/0,08) |(13,16)[ (0,89) | (1,19) (0,3/0,25/0,12/0,08) |(13,49) (0,89) | (1,19)

Crimp contacts can be supplied in kit with connector or ordered separately.




rimping Information For Standard / High Density Series Crimp Contacts

For all tools :

- Strands to be visible through the inspection hole
- Strands not to be visible beyond the insulation support
- Check for peeled gold and bent contact

Crimp to meet
recommended tensile strength

(&

Crimp indents too close
to inspection hole

Wire insulation Typ.

Correctly crimped cont

Strands visible beyond Strands not visible
insulation support through inspection hole

Cross section of
correctly crimped contact

Stripped wires compressed 8 crimp indents
for improved conduction

Amphenol recommended tools for Standard / High Density Series Contact
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tandard D-Sub Tooling

Miniature step adjustable tool (M22520/2-01)
Part No. M2000-CRT

This miniature 8 step adjustable
hand crimping tool produces an 8
indent crimp configuration and will
crimp wire sizes 18 AWG (1.0mm?)
through 32 AWG (0.3mm?)

To crimp wire size 18 AWG

(1.0mm?), order contact positioner
K13-1. To crimp wire size AWG
(0.5mm?) through 30 AWG (0.05mm?) order contact positioner K-13-1. Each positioner is

equipped with a data plate which gives the correct crimp-depth setting for each wire size and
must be used with M22520/2-01 tool frame for best results when crimping M2000 (M24308)

Series contacts.

Insertion/Removal Tool

M81969/39-01
(M2000-107689)

One end of this tool is used to insert
contacts into M2000 (M24308)

Series connectors. The other end is

used to extract contacts. This is

accomplished by sliding the

extraction tip down the wire into the

connector until it bottoms against
the contacts. A slight rotation while pushing will release the contacts, which are then extracted

by simultaneously pulling on the wire.




igh Density D-Sub Tooling

Miniature step adjustable tool (M22520/2-01)
Part No. M2000-CRT

This miniature step adjustable hand
crimping tool produces an 8 indent
crimp configuration and will crimp
wire sizes 20 AWG (0.5mm?)
through 32 AWG (0.3mm?)

To crimp female contacts, order

contact positioner K41. To crimp
male contacts, order contact '

positioner K42. Each positioner is equipped with a data plate which gives the correct crimp-
depth setting for each wire size and must be used with M22520/2-01 tool frame for best results
when crimping M2000 (M24308) Series contacts.

Insertion/Removal Tool (M81969/14-01)
(M2000-105786)

One end of this tool is used to insert
contacts into M2000 (M24308)
Series connectors. The other end
is used to extract contacts. This is

accomplished by sliding the

extractiontip down the wire into the
connector until it bottoms against the contacts. A slight rotation while pushing will release the

contacts, which are then extracted by simultaneously pulling on the wire.




tandard Density Solder Cup Socket Connector

= ] ‘F’
: 3.78 MIN.
’-‘.“a#‘-f;“;‘:‘ J
. -~ .'.. o -
s ; | 3
1 = V-
g =
W Fe—-t—tt >
—
L |
| )
2 3.05+0.13 L
(2 HOLES) I 9.91 MAX.
09 TO 37 PIN
e e
o K
+
8
f:!:H g -
Q
%:l A
MARKED CONN. NO. — -1
CENTRALLY ON 7
FRONT SHELL
9.91 MAX. H —
STD-THROUGH HOLE.
50 PIN (3 ROWS) DETAIL A

Dimension Table

STANDARD
S;IEIEL DENSITY ‘A ‘B’ ‘¢ ‘D’ ‘B’ ‘P ‘G’ ‘H J’ ‘K’ v
NO. OF PINS
1 09 3119 [ 1646 | 2512 | 8.03 | 1293 | 1115 | 6.30 | 19.53 [ 10.97 1.52 1.02
3043 | 16.21 | 2487 | 767 [ 1217 | 10.64 | 6.05 | 19.02 | 1046 | 0.89 0.51
9 15 39.52 | 2479 | 3345 ( 803 | 1293 | 115 | 630 | 27.76 | 1097 | 1.52 1.02
38.76 | 24.53 | 3320 [ 7.67 [ 1217 | 10.64 | 6.05 | 27.25 | 1046 | 0.89 0.51
53.42 | 3851 | 4717 | 803 [ 1293 | 1115 | 6.30 | 41.53 | 10.97 1.52 1.02
3 2 52.65 | 38.25 | 46.91 767 | 1217 | 1064 | 6.05 | 41.02 [ 1046 [ 0.89 0.51
69.70 | 54.97 | 6363 | 8.03 | 1293 | 1115 | 6.30 | 57.96 | 10.97 1.52 1.02
4 37 68.94 | 54.71 | 6337 | 7.67 | 1217 | 10.64 | 6.05 | 57.45 | 1046 | 0.89 0.51
67.31 | 52.55 | 61.24 | 10.87 | 15.75 | 1115 | 6.30 | 55.58 | 13.82 1.52 1.02
5 50 66.55 | 52.30 | 60.99 | 10.62 | 14.99 | 10.64 | 6.05 | 55.07 | 13.31 0.89 0.51
NOTE :

1. DIMENSION ARE 3.94MM MINIMUM (FOR SIZE 3,4,5) AND 4.17MM MINIMUM (FOR SIZE 1,2)
2. CONTACT SHOWS ONLY FOR REFERENCE,

+0.13

0.71£0.20 218-0.00

FLOAT FOR MISALIGNMENT

178 | OVERALL FREE
0.76 1T _— FLOAT 0.20£0.10
E] I
1

T
0.710.20 ol ¥ o2 \
wn
FLOAT FOR OVERALL FREE b R PR RIVET TO BE ASSEMBLED
MISALIGNMENT . FLOAT 020:010 3| & JZHD WITH SWAGED END ON
S| 2N SN BACKSIDE OF ASSEMBLY
N I °l °la o
DETAIL B
FLOATING MOUNTING BUSHING

ALTERNATE METHOD OF +0.13
SECURING SHELL HALVES 2.18 -0.00

3.30_MAX.
0.78+0.13

DETAILC
DUAL FLOATING MOUNTING BUSHING




pproved Part List QPL Solder Cup Socket Contact Connectors With Magnetic Shell

Sr. Military Manufacturers No. of Shell Marking On The

No. Designation Designation Pins Details Connector
1 M24308/1-1F M2000/1-1F 9 A M24308/1-1F
2 M24308/1-2F M2000/1-2F 15 A M24308/1-2F
3 M24308/1-3F M2000/1-3F 25 A M24308/1-3F
4 M24308/1-4F M2000/1-4F 37 A M24308/1-4F
5 M24308/1-5F M2000/1-5F 50 A M24308/1-5F
6 M24308/1-1Z M2000/1-1Z 9 A M24308/1-1Z
7 M24308/1-2Z M2000/1-2Z 15 A M24308/1-2Z
8 M24308/1-32 M2000/1-3Z 25 A M24308/1-32
9 M24308/1-4Z M2000/1-4Z 37 A M24308/1-42
10 M24308/1-5Z M2000/1-5Z 50 A M24308/1-52
11 M24308/1-1K M2000/1-1K 9 A M24308/1-1K
12 M24308/1-2K M2000/1-2K 15 A M24308/1-2K
13 M24308/1-3K M2000/1-3K 25 A M24308/1-3K
14 M24308/1-4K M2000/1-4K 37 A M24308/1-4K
15 M24308/1-5K M2000/1-5K 50 A M24308/1-5K
16 M24308/1-34 M2000/1-34 9 A M24308/1-34
17 M24308/1-35 M2000/1-35 15 A M24308/1-35
18 M24308/1-36 M2000/1-36 25 A M24308/1-36
19 M24308/1-37 M2000/1-37 37 A M24308/1-37
20 M24308/1-38 M2000/1-38 50 A M24308/1-38




pproved Part List QPL Solder Cup Socket Contact Connectors With Non-Magnetic Shell

Sr. Military Manufacturers No. of Shell Marking On The

No. Designation Designation Pins Details Connector
1 M24308/5-1F M2000/5-1F 9 A M24308/1-1F
2 M24308/5-2F M2000/5-2F 15 A M24308/5-2F
3 M24308/5-3F M2000/5-3F 25 A M24308/5-3F
4 M24308/5-4F M2000/5-4F 37 A M24308/5-4F
5 M24308/5-5F M2000/5-5F 50 A M24308/5-5F
6 M24308/5-1Z M2000/5-1Z 9 A M24308/5-12
7 M24308/5-2Z M2000/5-2Z 15 A M24308/5-2Z
8 M24308/5-3Z M2000/5-3Z 25 A M24308/5-3Z
9 M24308/5-42 M2000/5-4Z 37 A M24308/5-42
10 M24308/5-52 M2000/5-5Z 50 A M24308/5-52
1 M24308/5-34 M2000/5-34 9 A M24308/5-34
12 M24308/5-35 M2000/5-35 15 A M24308/5-35
13 M24308/5-36 M2000/5-36 25 A M24308/5-36
14 M24308/5-37 M2000/5-37 37 A M24308/5-37
15 M24308/5-38 M2000/5-38 50 A M24308/5-38




A

pproved Part List QPL Solder Cup Socket Contact Connectors (Float Mount With Magnetic Shell)

Sr. Military Manufacturers No. of Shell Marking On The
No. Designation Designation Pins Details Connector
1 M24308/1-12F M2000/1-12F 9 B M24308/1-12F
2 M24308/1-13F M2000/1-13F 15 B M24308/1-13F
3 M24308/1-14F M2000/1-14F 25 B M24308/1-14F
4 M24308/1-15F M2000/1-15F 37 B M24308/1-15F
5 M24308/1-16F M2000/1-16F 50 B M24308/1-16F
6 M24308/1-23F M2000/1-23F 9 C M24308/1-23F
7 M24308/1-24F M2000/1-24F 15 C M24308/1-24F
8 M24308/1-25F M2000/1-25F 25 C M24308/1-25F
9 M24308/1-26F M2000/1-26F 37 C M24308/1-26F
10 M24308/1-27F M2000/1-27F 50 C M24308/1-27F
11 M24308/1-122 M2000/1-12Z2 9 B M24308/1-12Z
12 M24308/1-13Z M2000/1-13Z2 15 B M24308/1-13Z
13 M24308/1-14Z M2000/1-142 25 B M24308/1-14Z
14 M24308/1-15Z M2000/1-15Z 37 B M24308/1-15Z
15 M24308/1-16Z M2000/1-16Z 50 B M24308/1-16Z
16 M24308/1-23Z M2000/1-232 9 C M24308/1-23Z
17 M24308/1-24Z M2000/1-242 15 C M24308/1-24Z
18 M24308/1-252 M2000/1-25Z 25 C M24308/1-25Z
19 M24308/1-26Z M2000/1-26Z 37 C M24308/1-26Z
20 M24308/1-27Z M2000/1-272 50 C M24308/1-27Z
21 M24308/1-12K M2000/1-12K 9 B M24308/1-12K
22 M24308/1-13K M2000/1-13K 15 B M24308/1-13K
23 M24308/1-14K M2000/1-14K 25 B M24308/1-14K
24 M24308/1-15K M2000/1-15K 37 B M24308/1-15K
25 M24308/1-16K M2000/1-16K 50 B M24308/1-16K
26 M24308/1-23K M2000/1-23K 9 C M24308/1-23K
27 M24308/1-24K M2000/1-24K 15 C M24308/1-24K
28 M24308/1-25K M2000/1-25K 25 C M24308/1-25K
29 M24308/1-26K M2000/1-26K 37 C M24308/1-26K
30 M24308/1-27K M2000/1-27K 50 C M24308/1-27K
31 M24308/1-45 M2000/1-45 9 B M24308/1-45
32 M24308/1-46 M2000/1-46 15 B M24308/1-46
33 M24308/1-47 M2000/1-47 25 B M24308/1-47
34 M24308/1-48 M2000/1-48 37 B M24308/1-48
35 M24308/1-49 M2000/1-49 50 B M24308/1-49
36 M24308/1-56 M2000/1-56 9 C M24308/1-56
37 M24308/1-57 M2000/1-57 15 C M24308/1-57
38 M24308/1-58 M2000/1-58 25 C M24308/1-58
39 M24308/1-59 M2000/1-59 37 C M24308/1-59
40 M24308/1-60 M2000/1-60 50 C M24308/1-60




pproved Part List QPL Solder Cup Socket Contact Connectors (Float Mount With Non-Magnetic Shell)

Sr. Military Manufacturers No. of Shell Marking On The
No. Designation Designation Pins Details Connector
1 M24308/5-12F M2000/5-12F 9 B M24308/5-12F
2 M24308/5-13F M2000/5-13F 15 B M24308/5-13F
3 M24308/5-14F M2000/5-14F 25 B M24308/5-14F
4 M24308/5-15F M2000/5-15F 37 B M24308/5-15F
5 M24308/5-16F M2000/5-16F 50 B M24308/5-16F
6 M24308/5-23F M2000/5-23F 9 C M24308/5-23F
7 M24308/5-24F M2000/5-24F 15 C M24308/5-24F
8 M24308/5-25F M2000/5-25F 25 C M24308/5-25F
9 M24308/5-26F M2000/5-26F 37 C M24308/5-26F
10 M24308/5-27F M2000/5-27F 50 C M24308/5-27F
11 M24308/5-12Z M2000/5-12Z 9 B M24308/5-12Z
12 M24308/5-13Z M2000/5-13Z 15 B M24308/5-13Z
13 M24308/5-14Z M2000/5-14Z 25 B M24308/5-14Z
14 M24308/5-15Z M2000/5-15Z 37 B M24308/5-15Z
15 M24308/5-16Z M2000/5-16Z 50 B M24308/5-16Z
16 M24308/5-23Z M2000/5-23Z 9 C M24308/5-23Z
17 M24308/5-247 M2000/5-24Z 15 C M24308/5-24Z
18 M24308/5-25Z M2000/5-25Z 25 C M24308/5-25Z
19 M24308/5-26Z M2000/5-26Z 37 C M24308/5-26Z
20 M24308/5-27Z M2000/5-27Z 50 C M24308/5-27Z
21 M24308/5-45 M2000/5-45 9 B M24308/5-45
22 M24308/5-46 M2000/5-46 15 B M24308/5-46
23 M24308/5-47 M2000/5-47 25 B M24308/5-47
24 M24308/5-48 M2000/5-48 37 B M24308/5-48
25 M24308/5-49 M2000/5-49 50 B M24308/5-49
26 M24308/5-56 M2000/5-56 9 C M24308/5-56
27 M24308/5-57 M2000/5-57 15 C M24308/5-57
28 M24308/5-58 M2000/5-58 25 C M24308/5-58
29 M24308/5-59 M2000/5-59 37 C M24308/5-59
30 M24308/5-60 M2000/5-60 50 C M24308/5-60




pproved Part List QPL Standard Density Solder Cup Plug Connector (Pin Contact)

o 3.05+0.13

A
7 | 41
/_MARKED CONN. NO.
<

CENTRALLY ON
FRONT SHELL

STD-THROUGH HOLE.

-
SEE NOTE 1
PIN 1 . R2.72 TO 2.33
AT BOTTOM
|
~ [ ™\ A
10 T = -
L - - o W LT -
¥ =
[ L]
- 1= 7 —
- v
C 2 3.050.13
A (2 HOLES) G 11.23 MAX.
09 TO 37 PIN
—
-—- } —~r
9.91 MAX.

50 PIN (3 ROWS)

DETAIL A
DIMENSION TABLE :
STANDARD
SEEL sy a|l® ||| E|F|@E|HWw v |K]|T
NO. OF PINS
. 0 3119 | 1704 | 2512 | 848 | 1293 | 1097 | 605 | 1953 | 1097 | 152 | 102
3043 | 1679 | 24.87 | 823 | 1217 | 1046 | 582 | 19.02 | 1046 | 089 | 051
, 5 3952 | 2537 | 3345 | 848 | 12.93 | 1097 | 605 | 27.76 | 10.97 | 152 | 102
3876 | 2512 | 33.20 | 823 | 1217 | 1046 | 582 | 27.25 | 1046 | 0.89 | 051
5342 | 3909 | 47.17 | 848 | 1293 [ 11.07 | 599 | 4153 | 1097 | 178 | 1.24
’ 25 5265 | 3884 | 4691 | 823 | 12.17 | 1057 | 569 | 41.02 | 1046 | 1.27 | 074
69.70 | 5555 | 63.63 | 848 | 12.93 [ 11.07 | 599 | 57.96 | 1097 | 178 | 1.24
‘ 3 68.94 | 5530 | 63.37 | 823 | 1217 | 1057 | 569 | 5745 | 1046 | 127 | 074
6731 | 5293 | 61.24 | 1133 | 1575 | 11.07 | 599 | 5558 | 1382 | 178 | 1.24
° %0 66.55 | 5268 | 60.99 | 11.07 | 14.99 | 1057 | 569 | 5507 | 1331 | 127 | 074
NOTE :

1. DIMENSION ARE 3.81MM MINIMUM (FOR SIZE 3,4,5) AND 4.04MM MINIMUM (FOR SIZE 1,2)

1.78
0.76
) %

0.71+0.20
FLOAT FOR
MISALIGNMENT
ALTERNATE METHOD OF é )
SECURING SHELL HALVES = <
o ®©
®| N
«| S

0.71£0.20 , mfg-;g
FLOAT FOR MISALIGNMENT
OVERALL FREE
NI I ] FLOAT 0.200.10
I
T
S L
OVERALLFREE ©| 19 0
FLOAT 0205010 < | Sl Fadl« RIVET TO BE ASSEMBLED
8| 8| EE D WITH SWAGED END ON
S| &y & BACKSIDE OF ASSEMBLY

+0.13

DETAILD
DUAL FLOATING MOUNTING BUSHING

2.18-0.00

DETAIL B
FLOATING MOUNTING BUSHING

66



pproved Part List QPL Solder Cup Plug Contact Connectors With Magnetic Shell

Sr. Military Manufacturers No. of Shell Marking On The

No. Designation Designation Pins Details Connector
1 M24308/3-1F M2000/3-1F 9 A M24308/3-1F
2 M24308/3-2F M2000/3-2F 15 A M24308/3-2F
3 M24308/3-3F M2000/3-3F 25 A M24308/3-3F
4 M24308/3-4F M2000/3-4F 37 A M24308/3-4F
5 M24308/3-5F M2000/3-5F 50 A M24308/3-5F
6 M24308/3-1Z M2000/3-1Z 9 A M24308/3-1Z
7 M24308/3-2Z M2000/3-2Z 15 A M24308/3-22
8 M24308/3-3Z M2000/3-3Z 25 A M24308/3-3Z
9 M24308/3-47 M2000/3-4Z 37 A M24308/3-4Z
10 M24308/3-5Z M2000/3-5Z 50 A M24308/3-57
1 M24308/3-1K M2000/3-1K 9 A M24308/3-1K
12 M24308/3-2K M2000/3-2K 15 A M24308/3-2K
13 M24308/3-3K M2000/3-3K 25 A M24308/3-3K
14 M24308/3-4K M2000/3-4K 37 A M24308/3-4K
15 M24308/3-5K M2000/3-5K 50 A M24308/3-5K
16 M24308/3-23 M2000/3-23 9 A M24308/3-23
17 M24308/3-24 M2000/3-24 15 A M24308/3-24
18 M24308/3-25 M2000/3-25 25 A M24308/3-25
19 M24308/3-26 M2000/3-26 37 A M24308/3-26
20 M24308/3-27 M2000/3-27 50 A M24308/3-27




pproved Part List QPL Solder Cup Plug Contact Connectors With Non-Magnetic Shell

Sr. Military Manufacturers No. of Shell Marking On The

No. Designation Designation Pins Details Connector
1 M24308/7-1F M2000/7-1F 9 A M24308/7-1F
2 M24308/7-2F M2000/7-2F 15 A M24308/7-2F
3 M24308/7-3F M2000/7-3F 25 A M24308/7-3F
4 M24308/7-4F M2000/7-4F 37 A M24308/7-4F
5 M24308/7-5F M2000/7-5F 50 A M24308/7-5F
6 M24308/7-1Z M2000/7-1Z 9 A M24308/7-12
7 M24308/7-22 M2000/7-2Z 15 A M24308/7-22
8 M24308/7-3Z M2000/7-3Z 25 A M24308/7-3Z
9 M24308/7-4Z M2000/7-4Z 37 A M24308/7-42
10 M24308/7-52 M2000/7-5Z 50 A M24308/7-52
" M24308/7-23 M2000/7-23 9 A M24308/7-23
12 M24308/7-24 M2000/7-24 15 A M24308/7-24
13 M24308/7-25 M2000/7-25 25 A M24308/7-25
14 M24308/7-26 M2000/7-26 37 A M24308/7-26
15 M24308/7-27 M2000/7-27 50 A M24308/7-27




A

pproved Part List QPL Solder Cup Plug Contact Connectors (Float Mount With Magnetic Shell)

Sr. Military Manufacturers No. of Shell Marking On The
No. Designation Designation Pins Details Connector
1 M24308/3-12F M2000/3-12F 9 B M24308/3-12F
2 M24308/3-13F M2000/3-13F 15 B M24308/3-13F
3 M24308/3-14F M2000/3-14F 25 B M24308/3-14F
4 M24308/3-15F M2000/3-15F 37 B M24308/3-15F
5 M24308/3-16F M2000/3-16F 50 B M24308/3-16F
6 M24308/3-17F M2000/3-17F 9 D M24308/3-17F
7 M24308/3-18F M2000/3-18F 15 D M24308/3-18F
8 M24308/3-19F M2000/3-19F 25 D M24308/3-19F
9 M24308/3-20F M2000/3-20F 37 D M24308/3-20F
10 M24308/3-21F M2000/3-21F 50 D M24308/3-21F
" M24308/3-122 M2000/3-12Z 9 B M24308/3-12Z
12 M24308/3-13Z2 M2000/3-13Z 15 B M24308/3-13Z
13 M24308/3-14Z M2000/3-14Z 25 B M24308/3-14Z
14 M24308/3-152 M2000/3-15Z 37 B M24308/3-15Z2
15 M24308/3-16Z M2000/3-16Z 50 B M24308/3-16Z
16 M24308/3-172 M2000/3-17Z 9 D M24308/3-17Z
17 M24308/3-18Z M2000/3-18Z 15 D M24308/3-18Z
18 M24308/3-19Z M2000/3-19Z 25 D M24308/3-19Z
19 M24308/3-20Z M2000/3-20Z 37 D M24308/3-20Z
20 M24308/3-21Z M2000/3-21Z 50 D M24308/3-21Z
21 M24308/3-12K M2000/3-12K 9 B M24308/3-12K
22 M24308/3-13K M2000/3-13K 15 B M24308/3-13K
23 M24308/3-14K M2000/3-14K 25 B M24308/3-14K
24 M24308/3-15K M2000/3-15K 37 B M24308/3-15K
25 M24308/3-16K M2000/3-16K 50 B M24308/3-16K
26 M24308/3-17K M2000/3-17K 9 D M24308/3-17K
27 M24308/3-18K M2000/3-18K 15 D M24308/3-18K
28 M24308/3-19K M2000/3-19K 25 D M24308/3-19K
29 M24308/3-20K M2000/3-20K 37 D M24308/3-20K
30 M24308/3-21K M2000/3-21K 50 D M24308/3-21K
31 M24308/3-34 M2000/3-34 9 B M24308/3-34
32 M24308/3-35 M2000/3-35 15 B M24308/3-35
33 M24308/3-36 M2000/3-36 25 B M24308/3-36
34 M24308/3-37 M2000/3-37 37 B M24308/3-37
35 M24308/3-38 M2000/3-38 50 B M24308/3-38
36 M24308/3-39 M2000/3-39 9 D M24308/3-39
37 M24308/3-40 M2000/3-40 15 D M24308/3-40
38 M24308/3-41 M2000/3-41 25 D M24308/3-41
39 M24308/3-42 M2000/3-42 37 D M24308/3-42
40 M24308/3-43 M2000/3-43 50 D M24308/3-43




A

pproved Part List QPL Solder Cup Plug Contact Connectors (Float Mount With Non-Magnetic Shell)

Sr. Military Manufacturers No. of Shell Marking On The
No. Designation Designation Pins Details Connector
1 M24308/7-12F M2000/7-12F 9 B M24308/7-12F
2 M24308/7-13F M2000/7-13F 15 B M24308/7-13F
3 M24308/7-14F M2000/7-14F 25 B M24308/7-14F
4 M24308/7-15F M2000/7-15F 37 B M24308/7-15F
5 M24308/7-16F M2000/7-16F 50 B M24308/7-16F
6 M24308/7-17F M2000/7-17F 9 D M24308/7-17F
7 M24308/7-18F M2000/7-18F 15 D M24308/7-18F
8 M24308/7-19F M2000/7-19F 25 D M24308/7-19F
9 M24308/7-20F M2000/7-20F 37 D M24308/7-20F
10 M24308/7-21F M2000/7-21F 50 D M24308/7-21F
11 M24308/7-12Z M2000/7-12Z 9 B M24308/7-12Z
12 M24308/7-13Z M2000/7-13Z 15 B M24308/7-13Z
13 M24308/7-14Z M2000/7-14Z 25 B M24308/7-14Z
14 M24308/7-15Z M2000/7-15Z 37 B M24308/7-15Z
15 M24308/7-16Z M2000/7-16Z 50 B M24308/7-16Z
16 M24308/7-17Z M2000/7-17Z 9 D M24308/7-17Z
17 M24308/7-18Z M2000/7-18Z 15 D M24308/7-18Z
18 M24308/7-19Z M2000/7-19Z 25 D M24308/7-19Z
19 M24308/7-20Z M2000/7-20Z 37 D M24308/7-20Z
20 M24308/7-21Z M2000/7-21Z 50 D M24308/7-21Z
21 M24308/7-34 M2000/7-34 9 B M24308/7-34
22 M24308/7-35 M2000/7-35 15 B M24308/7-35
23 M24308/7-36 M2000/7-36 25 B M24308/7-36
24 M24308/7-37 M2000/7-37 37 B M24308/7-37
25 M24308/7-38 M2000/7-38 50 B M24308/7-38
26 M24308/7-39 M2000/7-39 9 D M24308/7-39
27 M24308/7-40 M2000/7-40 15 D M24308/7-40
28 M24308/7-41 M2000/7-41 25 D M24308/7-41
29 M24308/7-42 M2000/7-42 37 D M24308/7-42
30 M24308/7-43 M2000/7-43 50 D M24308/7-43




tandard Density Straight PC Tail Type Socket Contact Connector

P
‘B’ SEE NOTE 1 ___oN
PIN 1 I
a0
_}_
~— ),_
2 3.05£0.13 iy ‘X'+0.20
(2 HOLES) | @ Y'£0.20
6.37 MAX.
09 TO 37 PIN
bl e
pas K
2
rl:?:l_l 8 - z
Q =8
%o
MARKED CONN. NO. S — = -
CENTRALLY ON 7
FRONT SHELL L
Lla4
STD-THROUGH HOLE.
50 PIN (3 ROWS)
Dimension Table
STANDARD
SQIEIEL DENSITY EAY £B| ic! ADJ lE! IFY EGY IH! lJ! lK! AL! EX! lY!
NO. OF PINS
1 09 3119 | 16.46 | 25.12 8.03 1293 | 1115 6.30 19.53 | 10.97 1.52 1.02
3043 | 16.21 | 24.87 7.77 1217 | 10.64 6.05 19.02 | 10.46 0.89 0.51
9 15 39.52 | 24.79 | 33.45 8.03 1293 | 1115 6.30 | 27.76 10.97 1.52 1.02

38.76 | 24.54 | 3320 [ 7.77 [ 1217 | 10.64 | 6.06 | 27.25 | 1046 | 0.89 0.51
5342 | 3851 | 4717 | 803 | 1293 | 1115 | 6.30 | 41.53 | 10.97 1.52 1.24
3 25 4.00 4.70
52.65 | 38.25 | 46.91 7.77 | 1217 | 1064 | 6.05 | 41.02 [ 1046 [ 0.89 0.74

69.70 | 5497 | 6363 [ 803 [ 1293 | 1115 | 6.30 | 57.96 | 10.97 1.52 1.24

4 37 68.94 | 54.71 | 6337 | 7.77 | 1217 | 10.64 | 6.05 | 57.45 | 1046 | 0.89 0.74

67.31 | 52.55 | 6124 | 10.87 | 1575 [ 1115 | 6.30 | 55.58 | 13.82 1.52 1.24

5 50 66.55 | 52.30 | 60.99 | 10.62 | 14.99 | 10.64 | 6.05 | 55.07 | 13.31 0.89 0.74
NOTES:

1. DIMENSION ARE 3.63MM MINIMUM (FOR SIZE 1,2,3,4,5)
2. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR.




igh Density Straight PC Tail Type Socket Contact Connector

=
S
c PIN 1 G =
2 3.05+0.13 ‘B’ SEE o
RSN g
o e (2 HOLES) NOTE 1 <
e i ol A e 1
2 <
SO O€ g =
- HHPHD) DHD :D E.IJ -1 - - = | 5
r =
L] L] ]
sEsEEs | )
N L | X'+0.20
' ‘Y'+0.20
9.53 MAX.

(15 TO 62 PIN)

o 3.05£0.13
|
A“‘
N
20.510.07

7%3! , —
7 —— .
MARKED CONN. NO. 4 -1 ] | ==
AS CENTRALLY 7 J E—
ON FRONT SHELL P
[
Lid4
STD-THROUGH HOLE. ‘H, (78 PIN)
Dimension Table :
HIGH
SEL pevary | a | w | o | o[ e | e | e | w | v [ e | v | x|y
NO. OF PINS
1 15 3119 | 16.46 | 25.12 8.03 12.93 | 11.15 6.30 | 19.53 | 10.97 1.52 1.02
3043 | 16.21 | 24.87 7.77 1217 | 1064 [ 6.05 | 19.02 | 10.46 0.89 0.51
5 2% 39.52 | 24.79 | 33.45 8.03 12.93 | 11.15 6.30 | 27.76 | 10.97 1.52 1.02

38.76 | 24.54 | 33.20 7.77 1217 | 1064 | 6.05 | 27.25 | 10.46 0.89 0.51
5342 | 3851 | 4717 8.03 12.93 | 11.15 6.30 | 41.53 | 10.97 1.52 1.02
3 44 4.00 7.56
52.65 | 38.25 | 46.91 7.77 1217 | 10.64 | 6.05 | 41.02 | 10.46 0.89 0.51

69.70 | 54.97 | 6363 | 8.03 | 1293 | 11.15 | 6.30 | 57.96 | 10.97 1.52 1.02

4 62 68.94 | 54.71 | 6337 | 7.77 | 1217 | 10.64 | 6.05 | 5745 | 1046 | 0.89 0.51

67.31 | 5255 | 6124 | 10.87 | 15.75 | 11.15 | 6.30 | 55.58 | 13.82 1.52 1.02

5 8 66.55 | 52.30 | 60.99 | 10.62 | 14.99 | 10.64 | 6.06 | 55.07 | 13.31 0.89 0.51
NOTES :

1. DIMENSION ARE 3.63MM MINIMUM FOR SIZE 1,2,3,4,5
2. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR.




pplication Data & Dimensions For PC Tail Connectors

Application Application Nominal PC Tail Pin Diameter
Dash Number Board Thickness Pin Diameter Length (N)
M24308/23-1 Through ) ; 470 mm 0.84 mm

M24308/23-5 39 mm 0.76 rm 330 mm 0.69 mm
M24308/23-7 Through 5.33 mm 0.84 mm
M24308/23-11 3.18 mm 0.76 mm 3.94 mm 0.69 mm
M24308/23-13 Through 470 mm 1.09 mm
M24308/23-17 2.39 mm 1.02mm 330 mm 0.94 mm
M24308/23-19 Through 5.33mm 1.09 mm
M24308/23-23 3.18 mm 1.02mm 3.94 mm 0.94 mm
M24308/23-25 Through 3.91 mm 0.84 mm
M24308/23-29 1.57 mm 0.76 mm 251 mm 0.69 mm
M24308/23-31 Through 470 mm 0.84 mm
M24308/23-35 2.39 mm 0.76 mm 3.30 mm 0.69 mm
M24308/23-37 Through 3.91 mm 1.09 mm
M24308/23-41 1.57 mm 1.02 mm 2,51 mm 0.94 mm
M24308/23-43 Through 470 mm 1.09 mm
M24308/23-47 239 mm 1.02 mm 3.30 mm 0.94 mm
M24308/23-49 Through 5.33 mm 0.84 mm
M24308/23-53 3.18 mm 0.76 mm 3.94 mm 0.69 mm
M24308/23-55 Through 5.33mm 1.09 mm
M24308/23-59 3.18 mm 1.02 mm 3.94 mm 0.94 mm
M24308/23-61 Through 4.70 mm 0.58 mm
M24308/23-65 2.39 mm 0.57 mm 3.30 mm 0.43 mm
M24308/23-67 Through 18 051 8.13 mm 058 mm
M24308/23-71 ' ' 6.99 mm 0.43 mm
M24308/23-73 Through ST 051 o 3.91 mm 0.58 mm
M24308/23-77 : : 251 mm 043 mm




A

pproved Part List QPL Straight PC Tail Type Socket Connector (With Magnetic Shell)

Sr. Military Manufacturers T No. of Marking On The
No. Designation Designation ype Pins Connector
1 M24308/23-1F M2000/23-1F Standard 9 M24308/23-1F
2 M24308/23-2F M2000/23-2F Standard 15 M24308/23-2F
3 M24308/23-3F M2000/23-3F Standard 25 M24308/23-3F
4 M24308/23-4F M2000/23-4F Standard 37 M24308/23-4F
5 M24308/23-5F M2000/23-5F Standard 50 M24308/23-5F
6 M24308/23-7F M2000/23-7F Standard 9 M24308/23-7F
7 M24308/23-8F M2000/23-8F Standard 15 M24308/23-8F
8 M24308/23-9F M2000/23-9F Standard 25 M24308/23-9F
9 M24308/23-10F M2000/23-10F Standard 37 M24308/23-10F
10 M24308/23-11F M2000/23-11F Standard 50 M24308/23-11F
" M24308/23-13F M2000/23-13F Standard 9 M24308/23-13F
12 M24308/23-14F M2000/23-14F Standard 15 M24308/23-14F
13 M24308/23-15F M2000/23-15F Standard 25 M24308/23-15F
14 M24308/23-16F M2000/23-16F Standard 37 M24308/23-16F
15 M24308/23-17F M2000/23-17F Standard 50 M24308/23-17F
16 M24308/23-19F M2000/23-19F Standard 9 M24308/23-19F
17 M24308/23-20F M2000/23-20F Standard 15 M24308/23-20F
18 M24308/23-21F M2000/23-21F Standard 25 M24308/23-21F
19 M24308/23-22F M2000/23-22F Standard 37 M24308/23-22F
20 M24308/23-23F M2000/23-23F Standard 50 M24308/23-23F
21 M24308/23-61F M2000/23-61F High Density 15 M24308/23-61F
22 M24308/23-62F M2000/23-62F High Density 26 M24308/23-62F
23 M24308/23-63F M2000/23-63F High Density 44 M24308/23-63F
24 M24308/23-64F M2000/23-64F High Density 62 M24308/23-64F
25 M24308/23-65F M2000/23-65F High Density 78 M24308/23-65F
26 M24308/23-67F M2000/23-67F High Density 15 M24308/23-67F
27 M24308/23-68F M2000/23-68F High Density 26 M24308/23-68F
28 M24308/23-69F M2000/23-69F High Density 44 M24308/23-69F
29 M24308/23-70F M2000/23-70F High Density 62 M24308/23-70F
30 M24308/23-71F M2000/23-71F High Density 78 M24308/23-71F




pproved Part List QPL Straight PC Tail Type Socket Contact Connector (With Magnetic Shell)

Sr. Military Manufacturers T No. of Marking On The
No. Designation Designation ype Pins Connector
31 M24308/23-1Z M2000/23-1Z Standard 9 M24308/23-1Z
32 M24308/23-2Z M2000/23-2Z Standard 15 M24308/23-2Z
33 M24308/23-3Z M2000/23-32 Standard 25 M24308/23-3Z
34 M24308/23-4Z M2000/23-42 Standard 37 M24308/23-4Z
35 M24308/23-52 M2000/23-52 Standard 50 M24308/23-52
36 M24308/23-7Z M2000/23-7Z Standard 9 M24308/23-7Z
37 M24308/23-8Z M2000/23-82 Standard 15 M24308/23-8Z
38 M24308/23-9Z M2000/23-92 Standard 25 M24308/23-9Z
39 M24308/23-10Z M2000/23-10Z Standard 37 M24308/23-10Z
40 M24308/23-11Z M2000/23-11Z Standard 50 M24308/23-11Z
41 M24308/23-13Z M2000/23-13Z Standard 9 M24308/23-13Z
42 M24308/23-14Z M2000/23-14Z Standard 15 M24308/23-14Z
43 M24308/23-15Z M2000/23-15Z Standard 25 M24308/23-15Z
44 M24308/23-16Z M2000/23-16Z Standard 37 M24308/23-16Z
45 M24308/23-172 M2000/23-17Z Standard 50 M24308/23-17Z
46 M24308/23-19Z M2000/23-19Z Standard 9 M24308/23-19Z
47 M24308/23-20Z M2000/23-20Z Standard 15 M24308/23-20Z
48 M24308/23-21Z M2000/23-21Z Standard 25 M24308/23-21Z
49 M24308/23-22Z M2000/23-22Z Standard 37 M24308/23-22Z
50 M24308/23-232 M2000/23-23Z Standard 50 M24308/23-23Z
51 M24308/23-612 M2000/23-61Z High Density 15 M24308/23-61Z
52 M24308/23-62Z M2000/23-62Z High Density 26 M24308/23-62Z
53 M24308/23-63Z M2000/23-63Z High Density 44 M24308/23-63Z
54 M24308/23-64Z M2000/23-64Z High Density 62 M24308/23-64Z
55 M24308/23-65Z M2000/23-65Z High Density 78 M24308/23-65Z
56 M24308/23-672 M2000/23-67Z High Density 15 M24308/23-67Z
57 M24308/23-68Z M2000/23-68Z High Density 26 M24308/23-68Z
58 M24308/23-69Z M2000/23-69Z High Density 44 M24308/23-69Z
59 M24308/23-70Z M2000/23-70Z High Density 62 M24308/23-70Z
60 M24308/23-712Z M2000/23-71Z High Density 78 M24308/23-71Z




pproved Part List QPL Straight PC Tail Type Socket Connector (With Magnetic Shell)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
61 M24308/23-1K M2000/23-1K Standard 9 M24308/23-1K
62 M24308/23-2K M2000/23-2K Standard 15 M24308/23-2K
63 M24308/23-3K M2000/23-3K Standard 25 M24308/23-3K
64 M24308/23-4K M2000/23-4K Standard 37 M24308/23-4K
65 M24308/23-5K M2000/23-5K Standard 50 M24308/23-5K
66 M24308/23-7K M2000/23-7K Standard 9 M24308/23-7K
67 M24308/23-8K M2000/23-8K Standard 15 M24308/23-8K
68 M24308/23-9K M2000/23-9K Standard 25 M24308/23-9K
69 M24308/23-10K M2000/23-10K Standard 37 M24308/23-10K
70 M24308/23-11K M2000/23-11K Standard 50 M24308/23-11K
4l M24308/23-13K M2000/23-13K Standard 9 M24308/23-13K
72 M24308/23-14K M2000/23-14K Standard 15 M24308/23-14K
73 M24308/23-15K M2000/23-15K Standard 25 M24308/23-15K
74 M24308/23-16K M2000/23-16K Standard 37 M24308/23-16K
75 M24308/23-17K M2000/23-17K Standard 50 M24308/23-17K
76 M24308/23-19K M2000/23-19K Standard 9 M24308/23-19K
77 M24308/23-20K M2000/23-20K Standard 15 M24308/23-20K
78 M24308/23-21K M2000/23-21K Standard 25 M24308/23-21K
79 M24308/23-22K M2000/23-22K Standard 37 M24308/23-22K
80 M24308/23-23K M2000/23-23K Standard 50 M24308/23-23K
81 M24308/23-61K M2000/23-61K High Density 15 M24308/23-61K
82 M24308/23-62K M2000/23-62K High Density 26 M24308/23-62K
83 M24308/23-63K M2000/23-63K High Density 44 M24308/23-63K
84 M24308/23-64K M2000/23-64K High Density 62 M24308/23-64K
85 M24308/23-65K M2000/23-65K High Density 78 M24308/23-65K
86 M24308/23-67K M2000/23-67K High Density 15 M24308/23-67K
87 M24308/23-68K M2000/23-68K High Density 26 M24308/23-68K
88 M24308/23-69K M2000/23-69K High Density 44 M24308/23-69K
89 M24308/23-70K M2000/23-70K High Density 62 M24308/23-70K
90 M24308/23-71K M2000/23-71K High Density 78 M24308/23-71K




A

pproved Part List QPL Straight PC Tail Type Socket Connector (Class ‘D" Connector)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/23-301 M2000/23-301 Standard 9 M24308/23-301
2 M24308/23-302 M2000/23-302 Standard 15 M24308/23-302
3 M24308/23-303 M2000/23-303 Standard 25 M24308/23-303
4 M24308/23-304 M2000/23-304 Standard 37 M24308/23-304
5 M24308/23-305 M2000/23-305 Standard 50 M24308/23-305
6 M24308/23-307 M2000/23-307 Standard 9 M24308/23-307
7 M24308/23-308 M2000/23-308 Standard 15 M24308/23-308
8 M24308/23-309 M2000/23-309 Standard 25 M24308/23-309
9 M24308/23-310 M2000/23-310 Standard 37 M24308/23-310
10 M24308/23-311 M2000/23-311 Standard 50 M24308/23-311
" M24308/23-313 M2000/23-313 Standard 9 M24308/23-313
12 M24308/23-314 M2000/23-314 Standard 15 M24308/23-314
13 M24308/23-315 M2000/23-315 Standard 25 M24308/23-315
14 M24308/23-316 M2000/23-316 Standard 37 M24308/23-316
15 M24308/23-317 M2000/23-317 Standard 50 M24308/23-317
16 M24308/23-319 M2000/23-319 Standard 9 M24308/23-319
17 M24308/23-320 M2000/23-320 Standard 15 M24308/23-320
18 M24308/23-321 M2000/23-321 Standard 25 M24308/23-321
19 M24308/23-322 M2000/23-322 Standard 37 M24308/23-322
20 M24308/23-323 M2000/23-323 Standard 50 M24308/23-323
21 M24308/23-361 M2000/23-361 High Density 15 M24308/23-361
22 M24308/23-362 M2000/23-362 High Density 26 M24308/23-362
23 M24308/23-363 M2000/23-363 High Density 44 M24308/23-363
24 M24308/23-364 M2000/23-364 High Density 62 M24308/23-364
25 M24308/23-365 M2000/23-365 High Density 78 M24308/23-365
26 M24308/23-367 M2000/23-367 High Density 15 M24308/23-367
27 M24308/23-368 M2000/23-368 High Density 26 M24308/23-368
28 M24308/23-369 M2000/23-369 High Density 44 M24308/23-369
29 M24308/23-370 M2000/23-370 High Density 62 M24308/23-370
30 M24308/23-371 M2000/23-371 High Density 78 M24308/23-371




A

pproved Part List QPL Straight PC Tail Type Socket Connector (With Non-Magnetic Shell)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/23-201F M2000/23-201F Standard 9 M24308/23-201F
2 M24308/23-202F M2000/23-202F Standard 15 M24308/23-202F
3 M24308/23-203F M2000/23-203F Standard 25 M24308/23-203F
4 M24308/23-204F M2000/23-204F Standard 37 M24308/23-204F
5 M24308/23-205F M2000/23-205F Standard 50 M24308/23-205F
6 M24308/23-207F M2000/23-207F Standard 9 M24308/23-207F
7 M24308/23-208F M2000/23-208F Standard 15 M24308/23-208F
8 M24308/23-209F M2000/23-209F Standard 25 M24308/23-209F
9 M24308/23-210F M2000/23-210F Standard 37 M24308/23-210F
10 M24308/23-211F M2000/23-211F Standard 50 M24308/23-211F
" M24308/23-213F M2000/23-213F Standard 9 M24308/23-213F
12 M24308/23-214F M2000/23-214F Standard 15 M24308/23-214F
13 M24308/23-215F M2000/23-215F Standard 25 M24308/23-215F
14 M24308/23-216F M2000/23-216F Standard 37 M24308/23-216F
15 M24308/23-217F M2000/23-217F Standard 50 M24308/23-217F
16 M24308/23-219F M2000/23-219F Standard 9 M24308/23-219F
17 M24308/23-220F M2000/23-220F Standard 15 M24308/23-220F
18 M24308/23-221F M2000/23-221F Standard 25 M24308/23-221F
19 M24308/23-222F M2000/23-222F Standard 37 M24308/23-222F
20 M24308/23-223F M2000/23-223F Standard 50 M24308/23-223F
21 M24308/23-261F M2000/23-261F High Density 15 M24308/23-261F
22 M24308/23-262F M2000/23-262F High Density 26 M24308/23-262F
23 M24308/23-263F M2000/23-263F High Density 44 M24308/23-263F
24 M24308/23-264F M2000/23-264F High Density 62 M24308/23-264F
25 M24308/23-265F M2000/23-265F High Density 78 M24308/23-265F
26 M24308/23-267F M2000/23-267F High Density 15 M24308/23-267F
27 M24308/23-268F M2000/23-268F High Density 26 M24308/23-268F
28 M24308/23-269F M2000/23-269F High Density 44 M24308/23-269F
29 M24308/23-270F M2000/23-270F High Density 62 M24308/23-270F
30 M24308/23-271F M2000/23-271F High Density 78 M24308/23-271F




pproved Part List QPL Straight PC Tail Type Socket Connector (With Non-Magnetic Shell)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
31 M24308/23-201Z M2000/23-201Z Standard 9 M24308/23-201Z
32 M24308/23-202Z M2000/23-202Z Standard 15 M24308/23-202Z
33 M24308/23-203Z M2000/23-2032 Standard 25 M24308/23-203Z
34 M24308/23-204Z M2000/23-2042 Standard 37 M24308/23-204Z
35 M24308/23-205Z M2000/23-2052 Standard 50 M24308/23-205Z
36 M24308/23-207Z M2000/23-207Z Standard 9 M24308/23-207Z
37 M24308/23-208Z M2000/23-208Z Standard 15 M24308/23-208Z
38 M24308/23-209Z M2000/23-209Z Standard 25 M24308/23-209Z
39 M24308/23-210Z M2000/23-210Z Standard 37 M24308/23-210Z
40 M24308/23-2112 M2000/23-211Z Standard 50 M24308/23-2112
41 M24308/23-213Z M2000/23-213Z Standard 9 M24308/23-213Z
42 M24308/23-214Z M2000/23-214Z Standard 15 M24308/23-214Z
43 M24308/23-215Z M2000/23-215Z Standard 25 M24308/23-215Z
44 M24308/23-216Z M2000/23-216Z Standard 37 M24308/23-216Z
45 M24308/23-217Z M2000/23-2172 Standard 50 M24308/23-217Z
46 M24308/23-2192 M2000/23-219Z Standard 9 M24308/23-219Z
47 M24308/23-220Z M2000/23-220Z Standard 15 M24308/23-220Z
48 M24308/23-2212 M2000/23-221Z Standard 25 M24308/23-221Z
49 M24308/23-222Z M2000/23-222Z Standard 37 M24308/23-2227
50 M24308/23-223Z M2000/23-2232 Standard 50 M24308/23-223Z
51 M24308/23-261Z M2000/23-2612 High Density 15 M24308/23-261Z
52 M24308/23-262Z M2000/23-262Z High Density 26 M24308/23-262Z
53 M24308/23-263Z M2000/23-263Z High Density 44 M24308/23-263Z
54 M24308/23-264Z M2000/23-264Z High Density 62 M24308/23-264Z
55 M24308/23-265Z M2000/23-265Z High Density 78 M24308/23-265Z
56 M24308/23-267Z M2000/23-2672 High Density 15 M24308/23-267Z
57 M24308/23-268Z M2000/23-268Z High Density 26 M24308/23-268Z
58 M24308/23-269Z M2000/23-269Z High Density 44 M24308/23-269Z
59 M24308/23-270Z M2000/23-270 High Density 62 M24308/23-270Z
60 M24308/23-271Z M2000/23-2712Z High Density 78 M24308/23-271Z




A

pproved Part List QPL Straight PC Tail Socket Type Connector (Class ‘M’ Connector)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/23-101 M24308/23-101 Standard 9 M24308/23-101
2 M24308/23-102 M24308/23-102 Standard 15 M24308/23-102
3 M24308/23-103 M24308/23-103 Standard 25 M24308/23-103
4 M24308/23-104 M24308/23-104 Standard 37 M24308/23-104
5 M24308/23-105 M24308/23-105 Standard 50 M24308/23-105
6 M24308/23-107 M24308/23-107 Standard 9 M24308/23-107
7 M24308/23-108 M24308/23-108 Standard 15 M24308/23-108
8 M24308/23-109 M24308/23-109 Standard 25 M24308/23-109
9 M24308/23-110 M24308/23-110 Standard 37 M24308/23-110
10 M24308/23-111 M24308/23-111 Standard 50 M24308/23-111
" M24308/23-113 M24308/23-113 Standard 9 M24308/23-113
12 M24308/23-114 M24308/23-114 Standard 15 M24308/23-114
13 M24308/23-115 M24308/23-115 Standard 25 M24308/23-115
14 M24308/23-116 M24308/23-116 Standard 37 M24308/23-116
15 M24308/23-117 M24308/23-117 Standard 50 M24308/23-117
16 M24308/23-119 M24308/23-119 Standard 9 M24308/23-119
17 M24308/23-120 M24308/23-120 Standard 15 M24308/23-120
18 M24308/23-121 M24308/23-121 Standard 25 M24308/23-121
19 M24308/23-122 M24308/23-122 Standard 37 M24308/23-122
20 M24308/23-123 M24308/23-123 Standard 50 M24308/23-123
21 M24308/23-161 M24308/23-161 High Density 15 M24308/23-161
22 M24308/23-162 M24308/23-162 High Density 26 M24308/23-162
23 M24308/23-163 M24308/23-163 High Density 44 M24308/23-163
24 M24308/23-164 M24308/23-164 High Density 62 M24308/23-164
25 M24308/23-165 M24308/23-165 High Density 78 M24308/23-165
26 M24308/23-167 M24308/23-167 High Density 15 M24308/23-167
27 M24308/23-168 M24308/23-168 High Density 26 M24308/23-168
28 M24308/23-169 M24308/23-169 High Density 44 M24308/23-169
29 M24308/23-170 M24308/23-170 High Density 62 M24308/23-170
30 M24308/23-171 M24308/23-171 High Density 78 M24308/23-171




tandard Density Straight PC Tail Type Plug Contact Connector

R2.72 TO 2.33 _ SEE N
AT BOTTOM  NQTE 1

@ 3.0540.13 L ‘X'+0.20
(2 HOLES) Y'+0.20
‘G 6.37 MAX.
09 TO 37 PIN

@ 3.05+0.13
|
9

Lo 2
MARKED CONN. NO. -T-1T

CENTRALLY ON 7%
FRONT SHELL

o N

L4

STD-THROUGH HOLE.
50 PIN (3 ROWS)

Dimension Table :

STANDARD
S;'E'EL DENSITY N | B ¢ D E P @ | W g K v x oy
NO. OF PINS
1 0 3119 | 17.04 | 2512 | 848 | 1293 | 1097 | 605 | 1953 | 1097 | 152 | 1.02
3043 | 1679 | 24.87 | 823 | 1217 | 1046 | 582 | 19.02 | 1046 | 089 | 051
, " 39052 | 25.37 | 3345 | 848 | 1293 | 1097 | 6.05 | 27.76 | 1097 | 152 | 1.02

38.76 | 2512 [ 3320 | 823 | 1217 | 1046 | 582 | 27.25 | 10.46 0.89 0.51
3 25 5342 | 39.09 | 4717 | 848 | 1293 | 11.07 | 599 | 4153 | 10.97 1.78 1.24 400 470
52.65 | 38.84 [ 46.91 823 | 1217 | 1057 | 569 | 41.02 | 10.46 1.27 0.74 ' '

69.70 | 55.55 | 63.63 [ 848 | 1293 | 11.07 | 599 [ 57.96 | 1097 | 178 1.24

4 3 68.94 | 5530 | 6337 | 823 | 1217 | 1057 | 569 | 5745 | 1046 | 127 | 074

67.31 | 5293 | 6124 | 133 | 1575 | 11.07 | 599 | 5558 | 1382 | 178 | 124

5 50 66.55 | 52.68 | 60.99 | 11.07 | 1499 | 1057 | 569 | 5507 | 1331 | 127 | 074
NOTES :

1. DIMENSION ARE 3.81MM MINIMUM (FOR SIZE 3,4,5) AND 4.0MM MIN. (FOR SIZE 1,2)
2. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR.




igh Density Straight PC Tail Type Plug Contact Connector

‘B, R2.72 TO 2.33 —SEE
—_ AT BoTTOM NOTE 1

E
1
ik
T
H Y,
20.51+0.07
J

N | A, |
L ©3.05£0.13 5020
€L X'+0.
" (2 HOLES) _I_._ 5020
9.53 MAX.

(15 TO 62 PIN)

@ 3.05+0.13
ﬂ}“
20.51+0.07

5 J s
/__MARKED CONN. NO.

CENTRALLY ON L4
FRONT SHELL STD-THROUGH HOLE. ‘H (78 PIN)

Dimension Table :

HIGH
S;IEIEL DENSITY ‘N ‘B’ ‘¢’ ‘D’ ‘E’ ‘F’ ‘G’ ‘H’ g’ ‘K’ ‘L X Y’
NO. OF PINS
1 15 3119 | 17.04 | 2512 | 848 | 1293 | 1097 | 6.05 | 19.53 | 10.97 1.52 1.02
3043 | 16.79 | 2487 | 823 | 1217 | 1046 | 582 | 19.02 | 10.46 0.89 0.51
) 2% 39.52 | 2537 | 3345 | 848 | 1293 | 1097 | 6.05 | 27.76 | 10.97 [ 1.52 1.02

38.76 | 2512 [ 3320 | 823 | 1217 | 1046 | 582 | 27.25 | 10.46 0.89 0.51
5 i 5342 | 39.09 | 4717 | 848 | 1293 | 11.07 | 599 | 41.53 | 10.97 1.78 1.24 400 756
52.65 | 38.84 [ 46.91 823 | 1217 | 1057 | 569 | 41.02 | 10.46 1.27 0.74 ' '

69.70 | 55.55 | 63.63 | 848 | 1293 | 11.07 | 599 | 57.96 | 10.97 1.78 1.24

4 62 68.94 | 5530 | 6337 | 823 | 1217 | 1057 | 569 | 5745 | 1046 | 127 | 074

6731 | 5293 | 6124 | 1133 | 1575 | 1107 | 599 | 5558 | 1382 | 178 | 124

5 & 66.55 | 52.68 | 60.99 | 11.07 | 1499 | 1057 | 569 | 5507 | 1331 | 127 | 074
NOTES :

1. DIMENSION ARE 3.81MM MIN. (FOR SIZE 3,4,5) AND 4.04MM MIN. (FOR SIZE 1,2)
2. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR.




pplication Data & Dimensions For PC Tail Connectors

Application Application Nominal PC Tail Pin Diameter
Dash Number Board Thickness Pin Diameter Length (N)
M24308/24-1 Through 470 mm 0.84 mm

M24308/24-5 2:39 mm 0.76 mm 330 mm 0.69 mm
M24308/24-7 Through 5.33 mm 0.84 mm
M24308/24-11 3.18 mm 0.76 mm 394 mm 0.69 mm
M24308/24-13 Through 470 mm 1.09 mm
M24308/24-17 2.39 mm 1.02mm 330 mm 0.94 mm
M24308/24-19 Through 533 mm 1.09 mm
M24308/24-23 3.18 mm 102 mm 3.94 mm 0.94 mm
M24308/24-25 Through 391 mm 0.84 mm
M24308/24-29 .57 mm 0.76 mm 251 mm 0.69 mm
M24308/24-31 Through 4.70 mm 0.84 mm
M24308/24-35 2.39 mm 0.76 mm 330 mm 0.69 mm
M24308/24-37 Through 391 mm 1.09 mm
M24308/24-41 1.57 mm 1.02 mm 251 mm 0.94 mm
M24308/24-43 Through 470 mm 1.09 mm
M24308/24-47 2.39 mm 1.02 mm 3.30 mm 0.94 mm
M24308/24-49 Through 533 mm 0.84 mm
M24308/24-53 3.18 mm 0.76 mm 3.94 mm 0.69 mm
M24308/24-55 Through 533 mm 1.09 mm
M24308/24-59 3,18 mm 1.02 mm 3.94 mm 0.94 mm
M24308/24-61 Through 470 mm 0.58 mm
M24308/24-65 2.39 mm 0.5 mm 3.30 mm 043 mm
M24308/24-67 Through 18 051 813 mm 0,58 mm
M24308/24-71 : : 6.99 mm 043 mm
M24308/24-73 Through 157 mm 051 mm 3.91 mm 0.58 mm
M24308/24-77 : : 251 mm 0.43 mm




A

pproved Part List QPL Straight PC Tail Plug Type Connector (With Magnetic Shell)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/24-1F M2000/24-1F Standard 9 M24308/24-1F
2 M24308/24-2F M2000/24-2F Standard 15 M24308/24-2F
3 M24308/24-3F M2000/24-3F Standard 25 M24308/24-3F
4 M24308/24-4F M2000/24-4F Standard 37 M24308/24-4F
5 M24308/24-5F M2000/24-5F Standard 50 M24308/24-5F
6 M24308/24-TF M2000/24-7F Standard 9 M24308/24-TF
7 M24308/24-8F M2000/24-8F Standard 15 M24308/24-8F
8 M24308/24-9F M2000/24-9F Standard 25 M24308/24-9F
9 M24308/24-10F M2000/24-10F Standard 37 M24308/24-10F
10 M24308/24-11F M2000/24-11F Standard 50 M24308/24-11F
" M24308/24-13F M2000/24-13F Standard 9 M24308/24-13F
12 M24308/24-14F M2000/24-14F Standard 15 M24308/24-14F
13 M24308/24-15F M2000/24-15F Standard 25 M24308/24-15F
14 M24308/24-16F M2000/24-16F Standard 37 M24308/24-16F
15 M24308/24-17F M2000/24-17F Standard 50 M24308/24-17F
16 M24308/24-19F M2000/24-19F Standard 9 M24308/24-19F
17 M24308/24-20F M2000/24-20F Standard 15 M24308/24-20F
18 M24308/24-21F M2000/24-21F Standard 25 M24308/24-21F
19 M24308/24-22F M2000/24-22F Standard 37 M24308/24-22F
20 M24308/24-23F M2000/24-23F Standard 50 M24308/24-23F
21 M24308/24-61F M2000/24-61F High Density 15 M24308/24-61F
22 M24308/24-62F M2000/24-62F High Density 26 M24308/24-62F
23 M24308/24-63F M2000/24-63F High Density 44 M24308/24-63F
24 M24308/24-64F M2000/24-64F High Density 62 M24308/24-64F
25 M24308/24-65F M2000/24-65F High Density 78 M24308/24-65F
26 M24308/24-67F M2000/24-67F High Density 15 M24308/24-67F
27 M24308/24-68F M2000/24-68F High Density 26 M24308/24-68F
28 M24308/24-69F M2000/24-69F High Density 44 M24308/24-69F
29 M24308/24-70F M2000/24-70F High Density 62 M24308/24-70F
30 M24308/24-71F M2000/24-71F High Density 78 M24308/24-71F




pproved Part List QPL Straight PC Tail Plug Type Connector (With Magnetic Shell)

Sr. M.ilitary Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
31 M24308/24-1Z M2000/24-12 Standard 9 M24308/24-1Z
32 M24308/24-2Z M2000/24-2Z2 Standard 15 M24308/24-2Z
33 M24308/24-32 M2000/24-32 Standard 25 M24308/24-3Z
34 M24308/24-4Z M2000/24-42 Standard 37 M24308/24-4Z
35 M24308/24-5Z M2000/24-52 Standard 50 M24308/24-5Z
36 M24308/24-7Z M2000/24-7Z Standard 9 M24308/24-7Z
37 M24308/24-8Z M2000/24-82 Standard 15 M24308/24-8Z
38 M24308/24-92 M2000/24-92 Standard 25 M24308/24-92
39 M24308/24-10Z M2000/24-10Z Standard 37 M24308/24-10Z
40 M24308/24-11Z M2000/24-11Z Standard 50 M24308/24-11Z
41 M24308/24-13Z M2000/24-13Z Standard 9 M24308/24-13Z
42 M24308/24-14Z M2000/24-14Z Standard 15 M24308/24-14Z
43 M24308/24-15Z M2000/24-15Z Standard 25 M24308/24-15Z
44 M24308/24-16Z M2000/24-16Z Standard 37 M24308/24-16Z
45 M24308/24-172 M2000/24-17Z Standard 50 M24308/24-172
46 M24308/24-192 M2000/24-19Z Standard 9 M24308/24-19Z
47 M24308/24-20Z M2000/24-20Z Standard 15 M24308/24-20Z
48 M24308/24-21Z M2000/24-21Z Standard 25 M24308/24-21Z
49 M24308/24-22Z M2000/24-22Z Standard 37 M24308/24-22Z
50 M24308/24-232 M2000/24-23Z Standard 50 M24308/24-232
51 M24308/24-612 M2000/24-61Z High Density 15 M24308/24-612
52 M24308/24-62Z M2000/24-62Z High Density 26 M24308/24-62Z
53 M24308/24-63Z M2000/24-63Z High Density 44 M24308/24-632
54 M24308/24-64Z M2000/24-64Z High Density 62 M24308/24-64Z
55 M24308/24-652 M2000/24-65Z High Density 78 M24308/24-652
56 M24308/24-672 M2000/24-67Z High Density 15 M24308/24-672
57 M24308/24-68Z M2000/24-68Z High Density 26 M24308/24-682
58 M24308/24-69Z M2000/24-69Z High Density 44 M24308/24-69Z
59 M24308/24-70Z M2000/24-70Z High Density 62 M24308/24-70Z
60 M24308/24-712Z M2000/24-71Z High Density 78 M24308/24-712




pproved Part List QPL Straight PC Tail Plug Type Connector (With Magnetic Shell)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
61 M24308/24-1K M2000/24-1K Standard 9 M24308/24-1K
62 M24308/24-2K M2000/24-2K Standard 15 M24308/24-2K
63 M24308/24-3K M2000/24-3K Standard 25 M24308/24-3K
64 M24308/24-4K M2000/24-4K Standard 37 M24308/24-4K
65 M24308/24-5K M2000/24-5K Standard 50 M24308/24-5K
66 M24308/24-7K M2000/24-7K Standard 9 M24308/24-7K
67 M24308/24-8K M2000/24-8K Standard 15 M24308/24-8K
68 M24308/24-9K M2000/24-9K Standard 25 M24308/24-9K
69 M24308/24-10K M2000/24-10K Standard 37 M24308/24-10K
70 M24308/24-11K M2000/24-11K Standard 50 M24308/24-11K
4l M24308/24-13K M2000/24-13K Standard 9 M24308/24-13K
72 M24308/24-14K M2000/24-14K Standard 15 M24308/24-14K
73 M24308/24-15K M2000/24-15K Standard 25 M24308/24-15K
74 M24308/24-16K M2000/24-16K Standard 37 M24308/24-16K
75 M24308/24-17K M2000/24-17K Standard 50 M24308/24-17K
76 M24308/24-19K M2000/24-19K Standard 9 M24308/24-19K
77 M24308/24-20K M2000/24-20K Standard 15 M24308/24-20K
78 M24308/24-21K M2000/24-21K Standard 25 M24308/24-21K
79 M24308/24-22K M2000/24-22K Standard 37 M24308/24-22K
80 M24308/24-23K M2000/24-23K Standard 50 M24308/24-23K
81 M24308/24-61K M2000/24-61K High Density 15 M24308/24-61K
82 M24308/24-62K M2000/24-62K High Density 26 M24308/24-62K
83 M24308/24-63K M2000/24-63K High Density 44 M24308/24-63K
84 M24308/24-64K M2000/24-64K High Density 62 M24308/24-64K
85 M24308/24-65K M2000/24-65K High Density 78 M24308/24-65K
86 M24308/24-67K M2000/24-67K High Density 15 M24308/24-67K
87 M24308/24-68K M2000/24-68K High Density 26 M24308/24-68K
88 M24308/24-69K M2000/24-69K High Density 44 M24308/24-69K
89 M24308/24-70K M2000/24-70K High Density 62 M24308/24-70K
90 M24308/24-71K M2000/24-71K High Density 78 M24308/24-71K




A

pproved Part List QPL Straight PC Tail Plug Contact Connector (Class ‘D’ Connector)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/24-301 M2000/24-301 Standard 9 M24308/24-301
2 M24308/24-302 M2000/24-302 Standard 15 M24308/24-302
3 M24308/24-303 M2000/24-303 Standard 25 M24308/24-303
4 M24308/24-304 M2000/24-304 Standard 37 M24308/24-304
5 M24308/24-305 M2000/24-305 Standard 50 M24308/24-305
6 M24308/24-307 M2000/24-307 Standard 9 M24308/24-307
7 M24308/24-308 M2000/24-308 Standard 15 M24308/24-308
8 M24308/24-309 M2000/24-309 Standard 25 M24308/24-309
9 M24308/24-310 M2000/24-310 Standard 37 M24308/24-310
10 M24308/24-311 M2000/24-311 Standard 50 M24308/24-311
" M24308/24-313 M2000/24-313 Standard 9 M24308/24-313
12 M24308/24-314 M2000/24-314 Standard 15 M24308/24-314
13 M24308/24-315 M2000/24-315 Standard 25 M24308/24-315
14 M24308/24-316 M2000/24-316 Standard 37 M24308/24-316
15 M24308/24-317 M2000/24-317 Standard 50 M24308/24-317
16 M24308/24-319 M2000/24-319 Standard 9 M24308/24-319
17 M24308/24-320 M2000/24-320 Standard 15 M24308/24-320
18 M24308/24-321 M2000/24-321 Standard 25 M24308/24-321
19 M24308/24-322 M2000/24-322 Standard 37 M24308/24-322
20 M24308/24-323 M2000/24-323 Standard 50 M24308/24-323
21 M24308/24-361 M2000/24-361 High Density 15 M24308/24-361
22 M24308/24-362 M2000/24-362 High Density 26 M24308/24-362
23 M24308/24-363 M2000/24-363 High Density 44 M24308/24-363
24 M24308/24-364 M2000/24-364 High Density 62 M24308/24-364
25 M24308/24-365 M2000/24-365 High Density 78 M24308/24-365
26 M24308/24-367 M2000/24-367 High Density 15 M24308/24-367
27 M24308/24-368 M2000/24-368 High Density 26 M24308/24-368
28 M24308/24-369 M2000/24-369 High Density 44 M24308/24-369
29 M24308/24-370 M2000/24-370 High Density 62 M24308/24-370
30 M24308/24-371 M2000/24-371 High Density 78 M24308/24-371




A

pproved Part List QPL Straight PC Tail Plug Contact Connector (With Non-Magnetic Shell)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/24-201F M2000/24-201F Standard 9 M24308/24-201F
2 M24308/24-202F M2000/24-202F Standard 15 M24308/24-202F
3 M24308/24-203F M2000/24-203F Standard 25 M24308/24-203F
4 M24308/24-204F M2000/24-204F Standard 37 M24308/24-204F
5 M24308/24-205F M2000/24-205F Standard 50 M24308/24-205F
6 M24308/24-207F M2000/24-207F Standard 9 M24308/24-207F
7 M24308/24-208F M2000/24-208F Standard 15 M24308/24-208F
8 M24308/24-209F M2000/24-209F Standard 25 M24308/24-209F
9 M24308/24-210F M2000/24-210F Standard 37 M24308/24-210F
10 M24308/24-211F M2000/24-211F Standard 50 M24308/24-211F
" M24308/24-213F M2000/24-213F Standard 9 M24308/24-213F
12 M24308/24-214F M2000/24-214F Standard 15 M24308/24-214F
13 M24308/24-215F M2000/24-215F Standard 25 M24308/24-215F
14 M24308/24-216F M2000/24-216F Standard 37 M24308/24-216F
15 M24308/24-217F M2000/24-217F Standard 50 M24308/24-217F
16 M24308/24-219F M2000/24-219F Standard 9 M24308/24-219F
17 M24308/24-220F M2000/24-220F Standard 15 M24308/24-220F
18 M24308/24-221F M2000/24-221F Standard 25 M24308/24-221F
19 M24308/24-222F M2000/24-222F Standard 37 M24308/24-222F
20 M24308/24-223F M2000/24-223F Standard 50 M24308/24-223F
21 M24308/24-261F M2000/24-261F High Density 15 M24308/24-261F
22 M24308/24-262F M2000/24-262F High Density 26 M24308/24-262F
23 M24308/24-263F M2000/24-263F High Density 44 M24308/24-263F
24 M24308/24-264F M2000/24-264F High Density 62 M24308/24-264F
25 M24308/24-265F M2000/24-265F High Density 78 M24308/24-265F
26 M24308/24-267F M2000/24-267F High Density 15 M24308/24-267F
27 M24308/24-268F M2000/24-268F High Density 26 M24308/24-268F
28 M24308/24-269F M2000/24-269F High Density 44 M24308/24-269F
29 M24308/24-270F M2000/24-270F High Density 62 M24308/24-270F
30 M24308/24-271F M2000/24-271F High Density 78 M24308/24-271F




pproved Part List QPL Straight PC Tail Plug Contact Connector (With Non-Magnetic Shell)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
31 M24308/24-201Z M2000/24-201Z Standard 9 M24308/24-201Z
32 M24308/24-202Z M2000/24-202Z Standard 15 M24308/24-202Z
33 M24308/24-203Z M2000/24-2032 Standard 25 M24308/24-203Z
34 M24308/24-204Z M2000/24-2042 Standard 37 M24308/24-204Z
35 M24308/24-205Z M2000/24-2052 Standard 50 M24308/24-205Z
36 M24308/24-2072 M2000/24-207Z Standard 9 M24308/24-207Z
37 M24308/24-208Z M2000/24-2082 Standard 15 M24308/24-208Z
38 M24308/24-209Z M2000/24-209Z Standard 25 M24308/24-209Z
39 M24308/24-210Z M2000/24-210Z Standard 37 M24308/24-210Z
40 M24308/24-2112 M2000/24-211Z Standard 50 M24308/24-2112
41 M24308/24-213Z M2000/24-213Z Standard 9 M24308/24-213Z
42 M24308/24-2142 M2000/24-214Z Standard 15 M24308/24-214Z
43 M24308/24-2152 M2000/24-215Z Standard 25 M24308/24-2152
44 M24308/24-216Z M2000/24-216Z Standard 37 M24308/24-216Z
45 M24308/24-217Z M2000/24-2172 Standard 50 M24308/24-217Z
46 M24308/24-219Z M2000/24-219Z Standard 9 M24308/24-219Z
47 M24308/24-220Z M2000/24-220Z Standard 15 M24308/24-220Z
48 M24308/24-2212 M2000/24-221Z Standard 25 M24308/24-2212
49 M24308/24-2227 M2000/24-222Z Standard 37 M24308/24-2227
50 M24308/24-223Z M2000/24-2232 Standard 50 M24308/24-2232
51 M24308/24-261Z M2000/24-2612 High Density 15 M24308/24-2612
52 M24308/24-262Z M2000/24-262Z High Density 26 M24308/24-262Z
53 M24308/24-263Z M2000/24-263Z High Density 44 M24308/24-263Z
54 M24308/24-264Z M2000/24-264Z High Density 62 M24308/24-264Z
55 M24308/24-265Z M2000/24-2652 High Density 78 M24308/24-265Z
56 M24308/24-267Z M2000/24-2672 High Density 15 M24308/24-267Z
57 M24308/24-268Z M2000/24-268Z2 High Density 26 M24308/24-268Z
58 M24308/24-269Z M2000/24-269Z2 High Density 44 M24308/24-269Z
59 M24308/24-270Z M2000/24-270Z High Density 62 M24308/24-270Z
60 M24308/24-271Z M2000/24-2712 High Density 78 M24308/24-271Z




A

pproved Part List QPL Straight PC Tail Plug Contact Connector (Class ‘M’ Connector)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/24-101 M24308/24-101 Standard 9 M24308/24-101
2 M24308/24-102 M24308/24-102 Standard 15 M24308/24-102
3 M24308/24-103 M24308/24-103 Standard 25 M24308/24-103
4 M24308/24-104 M24308/24-104 Standard 37 M24308/24-104
5 M24308/24-105 M24308/24-105 Standard 50 M24308/24-105
6 M24308/24-107 M24308/24-107 Standard 9 M24308/24-107
7 M24308/24-108 M24308/24-108 Standard 15 M24308/24-108
8 M24308/24-109 M24308/24-109 Standard 25 M24308/24-109
9 M24308/24-110 M24308/24-110 Standard 37 M24308/24-110
10 M24308/24-111 M24308/24-111 Standard 50 M24308/24-111
" M24308/24-113 M24308/24-113 Standard 9 M24308/24-113
12 M24308/24-114 M24308/24-114 Standard 15 M24308/24-114
13 M24308/24-115 M24308/24-115 Standard 25 M24308/24-115
14 M24308/24-116 M24308/24-116 Standard 37 M24308/24-116
15 M24308/24-117 M24308/24-117 Standard 50 M24308/24-117
16 M24308/24-119 M24308/24-119 Standard 9 M24308/24-119
17 M24308/24-120 M24308/24-120 Standard 15 M24308/24-120
18 M24308/24-121 M24308/24-121 Standard 25 M24308/24-121
19 M24308/24-122 M24308/24-122 Standard 37 M24308/24-122
20 M24308/24-123 M24308/24-123 Standard 50 M24308/24-123
21 M24308/24-161 M24308/24-161 High Density 15 M24308/24-161
22 M24308/24-162 M24308/24-162 High Density 26 M24308/24-162
23 M24308/24-163 M24308/24-163 High Density 44 M24308/24-163
24 M24308/24-164 M24308/24-164 High Density 62 M24308/24-164
25 M24308/24-165 M24308/24-165 High Density 78 M24308/24-165
26 M24308/24-167 M24308/24-167 High Density 15 M24308/24-167
27 M24308/24-168 M24308/24-168 High Density 26 M24308/24-168
28 M24308/24-169 M24308/24-169 High Density 44 M24308/24-169
29 M24308/24-170 M24308/24-170 High Density 62 M24308/24-170
30 M24308/24-171 M24308/24-171 High Density 78 M24308/24-171




tandard Density Right Angle PC Tail Type Socket Contact Connector
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CENTRALLY ON <7
FRONT SHELL
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STD-THROUGH HOLE.

15.09

50 PIN (3 ROWS)

DIMENSION TABLE :

sHeLL| STANDARD PC TAIL LENGTH
<3t |__DENSITY (O T T T T T T B R IR rn: vy e
NO. OF PINS
1 N 3119 | 1646 | 2512 | 803 | 1293 | 1115 | 630 | 1953 | 1097 | 152 | 102
3043 | 1621 | 2487 | 777 | 12147 | 1064 | 6.05 | 19.02 | 1046 | 089 | 051
, - 3052 | 2479 | 3345 | 803 | 1293 | 145 | 630 | 27.76 | 1097 | 152 | 102
3876 | 2454 | 3320 | 777 | 1247 | 1064 | 605 | 2725 | 1046 | 089 | 051
5342 | 3851 | 4717 | 803 | 1293 | 1145 | 630 | 4153 | 1097 | 152 | 124 | 470 | 533 | 391
3 2 5265 | 3825 | 4691 | 777 | 1217 | 1064 | 6.05 | 41.02 | 1046 | 089 | 074 | 330 | 394 | 251
69.70 | 5497 | 6363 | 803 | 1293 | 1115 | 630 | 57.96 | 10.97 | 152 | 124
4 3 68.94 | 5471 | 6337 | 7.77 | 1217 | 1064 | 6.05 | 5745 | 1046 | 089 | 074
6731 | 5255 | 6124 | 1087 | 1575 | 1115 | 6.30 | 5558 | 13.82 | 152 | 124
5 50 66.55 | 5230 | 60.99 | 1062 | 14.99 | 1064 | 6.05 | 5507 | 1331 | 089 | 074
NOTES :

1. DIMENSION ARE 3.63MM MINIMUM (FOR SIZE 1,2,3,4,5)
2. SCREW & NUT IS USE ONLY FOR TRANSPORTATION PURPOSE.




igh Density Right Angle PC Tail Type Connector Socket Contact Connector
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=< m ! ! ! BRACKET
STD-THROUGH HOLE.
11.43 | 2.08:0.38
1351 3 PLCS.
15.59
17.67
20.50

DIMENSION TABLE : 78 PIN (4 ROWS)

HIGH PC TAIL
Seee| DENsiTY |l el | o|e| | e|w | v | x| v |LNeH
NO. OF PINS X
1 5 3119 | 1646 | 2512 | 803 | 1293 | 1145 | 630 | 1953 | 1097 | 152 | 102
3043 | 1621 | 2487 | 777 | 1247 | 1064 | 605 | 1902 | 1046 | 089 | 051
, N 3052 | 2479 | 3345 | 803 | 1293 | 1145 | 630 | 27.76 | 10.97 | 152 | 102
3876 | 2454 | 3320 | 777 | 12147 | 1064 | 6.05 | 2725 | 1046 | 089 | 051
5342 | 3851 | 4747 | 803 | 1293 | 1145 | 630 | 4153 | 1097 | 152 | 124 | 391
3 “ 5265 | 3825 | 4691 | 777 | 1217 | 1064 | 6.05 | 4102 | 1046 | 089 | 074 | 251
6970 | 5497 | 6363 | 803 | 1293 | 115 | 630 | 57.96 | 1097 | 152 | 124
4 62 68.94 | 5471 | 6337 | 777 | 1247 | 1064 | 605 | 5745 | 1046 | 089 | 074
6731 | 5255 | 6124 | 1087 | 1575 | 1115 | 630 | 5558 | 1362 | 152 | 124
5 78 6655 | 5230 | 60.99 | 1062 | 14.99 | 1064 | 605 | 5507 | 1331 | 089 | 074
NOTES :

1. DIMENSION ARE 3.63MM MINIMUM (FOR SIZE 1,2,3,4,5)
2. SCREW & NUT IS USE ONLY FOR TRANSPORTATION PURPOSE.




pplication Data & Dimensions For PC Tail Connectors

Application Application Nominal PC Tail Pin Diameter
Dash Number Board Thickness Pin Diameter Length (N)
M24308/23-1 Through ) ; 470 mm 0.84 mm

M24308/23-5 39 mm 0.76 rm 330 mm 0.69 mm
M24308/23-7 Through 5.33 mm 0.84 mm
M24308/23-11 3.18 mm 0.76 mm 3.94 mm 0.69 mm
M24308/23-13 Through 470 mm 1.09 mm
M24308/23-17 2.39 mm 1.02mm 330 mm 0.94 mm
M24308/23-19 Through 5.33mm 1.09 mm
M24308/23-23 3.18 mm 1.02mm 3.94 mm 0.94 mm
M24308/23-25 Through 3.91 mm 0.84 mm
M24308/23-29 1.57 mm 0.76 mm 251 mm 0.69 mm
M24308/23-31 Through 470 mm 0.84 mm
M24308/23-35 2.39 mm 0.76 mm 3.30 mm 0.69 mm
M24308/23-37 Through 3.91 mm 1.09 mm
M24308/23-41 1.57 mm 1.02 mm 2,51 mm 0.94 mm
M24308/23-43 Through 470 mm 1.09 mm
M24308/23-47 239 mm 1.02 mm 3.30 mm 0.94 mm
M24308/23-49 Through 5.33 mm 0.84 mm
M24308/23-53 3.18 mm 0.76 mm 3.94 mm 0.69 mm
M24308/23-55 Through 5.33mm 1.09 mm
M24308/23-59 3.18 mm 1.02 mm 3.94 mm 0.94 mm
M24308/23-61 Through 4.70 mm 0.58 mm
M24308/23-65 2.39 mm 0.57 mm 3.30 mm 0.43 mm
M24308/23-67 Through 18 051 8.13 mm 058 mm
M24308/23-71 ' ' 6.99 mm 0.43 mm
M24308/23-73 Through ST 051 o 3.91 mm 0.58 mm
M24308/23-77 : : 251 mm 043 mm




A

pproved Part List QPL Right Angle PC Tail Socket Connector (With Magnetic Shell)

Sr. M.ilitary./ Manu.factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/23-25F M2000/23-25F Standard 9 M24308/23-25F
2 M24308/23-26F M2000/23-26F Standard 15 M24308/23-26F
3 M24308/23-27F M2000/23-27F Standard 25 M24308/23-27F
4 M24308/23-28F M2000/23-28F Standard 37 M24308/23-28F
5 M24308/23-29F M2000/23-29F Standard 50 M24308/23-29F
6 M24308/23-31F M2000/23-31F Standard 9 M24308/23-31F
7 M24308/23-32F M2000/23-32F Standard 15 M24308/23-32F
8 M24308/23-33F M2000/23-33F Standard 25 M24308/23-33F
9 M24308/23-34F M2000/23-34F Standard 37 M24308/23-34F
10 M24308/23-35F M2000/23-35F Standard 50 M24308/23-35F
" M24308/23-37F M2000/23-37F Standard 9 M24308/23-37F
12 M24308/23-38F M2000/23-38F Standard 15 M24308/23-38F
13 M24308/23-39F M2000/23-39F Standard 25 M24308/23-39F
14 M24308/23-40F M2000/23-40F Standard 37 M24308/23-40F
15 M24308/23-41F M2000/23-41F Standard 50 M24308/23-41F
16 M24308/23-43F M2000/23-43F Standard 9 M24308/23-43F
17 M24308/23-44F M2000/23-44F Standard 15 M24308/23-44F
18 M24308/23-45F M2000/23-45F Standard 25 M24308/23-45F
19 M24308/23-46F M2000/23-46F Standard 37 M24308/23-46F
20 M24308/23-47F M2000/23-47F Standard 50 M24308/23-47F
21 M24308/23-49F M2000/23-49F Standard 9 M24308/23-49F
22 M24308/23-50F M2000/23-50F Standard 15 M24308/23-50F
23 M24308/23-51F M2000/23-51F Standard 25 M24308/23-51F
24 M24308/23-52F M2000/23-52F Standard 37 M24308/23-52F
25 M24308/23-53F M2000/23-53F Standard 50 M24308/23-53F
26 M24308/23-55F M2000/23-55F Standard 9 M24308/23-55F
27 M24308/23-56F M2000/23-56F Standard 15 M24308/23-56F
28 M24308/23-57F M2000/23-57F Standard 25 M24308/23-57F
29 M24308/23-58F M2000/23-58F Standard 37 M24308/23-58F
30 M24308/23-59F M2000/23-59F Standard 50 M24308/23-59F
31 M24308/23-73F M2000/23-73F High Density 15 M24308/23-73F
32 M24308/23-74F M2000/23-74F High Density 26 M24308/23-74F
33 M24308/23-75F M2000/23-75F High Density 44 M24308/23-75F
34 M24308/23-76F M2000/23-76F High Density 62 M24308/23-76F
35 M24308/23-77F M2000/23-77F High Density 78 M24308/23-77F
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pproved Part List QPL Right Angle PC Tail Socket Connector (With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
36 M24308/23-25Z M2000/23-25Z Standard 9 M24308/23-25Z
37 M24308/23-26Z M2000/23-26Z Standard 15 M24308/23-26Z
38 M24308/23-27Z M2000/23-27Z Standard 25 M24308/23-27Z
39 M24308/23-282 M2000/23-28Z Standard 37 M24308/23-282
40 M24308/23-292 M2000/23-292 Standard 50 M24308/23-292
41 M24308/23-31Z M2000/23-31Z Standard 9 M24308/23-31Z
42 M24308/23-32Z M2000/23-32Z Standard 15 M24308/23-32Z
43 M24308/23-33Z M2000/23-33Z Standard 25 M24308/23-33Z
44 M24308/23-34Z M2000/23-34Z Standard 37 M24308/23-34Z
45 M24308/23-352 M2000/23-35Z Standard 50 M24308/23-352
46 M24308/23-37Z M2000/23-37Z Standard 9 M24308/23-372
47 M24308/23-38Z M2000/23-38Z Standard 15 M24308/23-38Z
48 M24308/23-39Z M2000/23-39Z Standard 25 M24308/23-39Z
49 M24308/23-40Z M2000/23-40Z Standard 37 M24308/23-40Z
50 M24308/23-41Z M2000/23-41Z Standard 50 M24308/23-412
51 M24308/23-43Z M2000/23-43Z Standard 9 M24308/23-432
52 M24308/23-44Z M2000/23-44Z Standard 15 M24308/23-44Z
53 M24308/23-45Z M2000/23-45Z Standard 25 M24308/23-45Z
54 M24308/23-46Z M2000/23-46Z Standard 37 M24308/23-46Z
55 M24308/23-47Z M2000/23-47Z Standard 50 M24308/23-472
56 M24308/23-49Z M2000/23-49Z Standard 9 M24308/23-49Z2
57 M24308/23-50Z M2000/23-50Z Standard 15 M24308/23-502
58 M24308/23-51Z M2000/23-51Z Standard 25 M24308/23-51Z
59 M24308/23-52Z M2000/23-52Z Standard 37 M24308/23-52Z
60 M24308/23-53Z M2000/23-53Z Standard 50 M24308/23-53Z
61 M24308/23-55Z M2000/23-55Z Standard 9 M24308/23-552
62 M24308/23-56Z M2000/23-56Z Standard 15 M24308/23-562
63 M24308/23-57Z M2000/23-57Z Standard 25 M24308/23-57Z
64 M24308/23-58Z M2000/23-58Z Standard 37 M24308/23-58Z
65 M24308/23-59Z M2000/23-59Z Standard 50 M24308/23-59Z
66 M24308/23-73Z M2000/23-73Z High Density 15 M24308/23-73Z
67 M24308/23-742 M2000/23-74Z High Density 26 M24308/23-742
68 M24308/23-752 M2000/23-75Z High Density 44 M24308/23-752
69 M24308/23-76Z M2000/23-76Z High Density 62 M24308/23-76Z
70 M24308/23-77Z M2000/23-77Z High Density 78 M24308/23-77Z

<




pproved Part List QPL Right Angle PC Tail Socket Connector (With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
71 M24308/23-25K M2000/23-25K Standard 9 M24308/23-25K
72 M24308/23-26K M2000/23-26K Standard 15 M24308/23-26K
73 M24308/23-27K M2000/23-27K Standard 25 M24308/23-27K
74 M24308/23-28K M2000/23-28K Standard 37 M24308/23-28K
75 M24308/23-29K M2000/23-29K Standard 50 M24308/23-29K
76 M24308/23-31K M2000/23-31K Standard 9 M24308/23-31K
77 M24308/23-32K M2000/23-32K Standard 15 M24308/23-32K
78 M24308/23-33K M2000/23-33K Standard 25 M24308/23-33K
79 M24308/23-34K M2000/23-34K Standard 37 M24308/23-34K
80 M24308/23-35K M2000/23-35K Standard 50 M24308/23-35K
81 M24308/23-37K M2000/23-37K Standard 9 M24308/23-37K
82 M24308/23-38K M2000/23-38K Standard 15 M24308/23-38K
83 M24308/23-39K M2000/23-39K Standard 25 M24308/23-39K
84 M24308/23-40K M2000/23-40K Standard 37 M24308/23-40K
85 M24308/23-41K M2000/23-41K Standard 50 M24308/23-41K
86 M24308/23-43K M2000/23-43K Standard 9 M24308/23-43K
87 M24308/23-44K M2000/23-44K Standard 15 M24308/23-44K
88 M24308/23-45K M2000/23-45K Standard 25 M24308/23-45K
89 M24308/23-46K M2000/23-46K Standard 37 M24308/23-46K
90 M24308/23-47K M2000/23-47K Standard 50 M24308/23-47K
91 M24308/23-49K M2000/23-49K Standard 9 M24308/23-49K
92 M24308/23-50K M2000/23-50K Standard 15 M24308/23-50K
93 M24308/23-51K M2000/23-51K Standard 25 M24308/23-51K
94 M24308/23-52K M2000/23-52K Standard 37 M24308/23-52K
95 M24308/23-53K M2000/23-53K Standard 50 M24308/23-53K
96 M24308/23-55K M2000/23-55K Standard 9 M24308/23-55K
97 M24308/23-56K M2000/23-56K Standard 15 M24308/23-56K
98 M24308/23-57K M2000/23-57K Standard 25 M24308/23-57K
99 M24308/23-58K M2000/23-58K Standard 37 M24308/23-58K
100 M24308/23-59K M2000/23-59K Standard 50 M24308/23-59K
101 M24308/23-73K M2000/23-73K High Density 15 M24308/23-73K
102 M24308/23-74K M2000/23-74K High Density 26 M24308/23-74K
103 M24308/23-75K M2000/23-75K High Density 44 M24308/23-75K
104 M24308/23-76K M2000/23-76K High Density 62 M24308/23-76K
105 M24308/23-77K M2000/23-77K High Density 78 M24308/23-77K

<




A

pproved Part List QPL Right Angle PC Tail Socket Connector (Class ‘D’ Connector)

Sr. M.ilitary Manu.factu.rers Type ch' of Marking On The
No. Designation Designation Pins Connector
1 M24308/23-325 M24308/23-325 Standard 9 M24308/23-325
2 M24308/23-326 M24308/23-326 Standard 15 M24308/23-326
3 M24308/23-327 M24308/23-327 Standard 25 M24308/23-327
4 M24308/23-328 M24308/23-328 Standard 37 M24308/23-328
5 M24308/23-329 M24308/23-329 Standard 50 M24308/23-329
6 M24308/23-331 M24308/23-331 Standard 9 M24308/23-331
7 M24308/23-332 M24308/23-332 Standard 15 M24308/23-332
8 M24308/23-333 M24308/23-333 Standard 25 M24308/23-333
9 M24308/23-334 M24308/23-334 Standard 37 M24308/23-334
10 M24308/23-335 M24308/23-335 Standard 50 M24308/23-335
11 M24308/23-337 M24308/23-337 Standard 9 M24308/23-337
12 M24308/23-338 M24308/23-338 Standard 15 M24308/23-338
13 M24308/23-339 M24308/23-339 Standard 25 M24308/23-339
14 M24308/23-340 M24308/23-340 Standard 37 M24308/23-340
15 M24308/23-341 M24308/23-341 Standard 50 M24308/23-341
16 M24308/23-343 M24308/23-343 Standard 9 M24308/23-343
17 M24308/23-344 M24308/23-344 Standard 15 M24308/23-344
18 M24308/23-345 M24308/23-345 Standard 25 M24308/23-345
19 M24308/23-346 M24308/23-346 Standard 37 M24308/23-346
20 M24308/23-347 M24308/23-347 Standard 50 M24308/23-347
21 M24308/23-349 M24308/23-349 Standard 9 M24308/23-349
22 M24308/23-350 M24308/23-350 Standard 15 M24308/23-350
23 M24308/23-351 M24308/23-351 Standard 25 M24308/23-351
24 M24308/23-352 M24308/23-352 Standard 37 M24308/23-352
25 M24308/23-353 M24308/23-353 Standard 50 M24308/23-353
26 M24308/23-355 M24308/23-355 Standard 9 M24308/23-355
27 M24308/23-356 M24308/23-356 Standard 15 M24308/23-356
28 M24308/23-357 M24308/23-357 Standard 25 M24308/23-357
29 M24308/23-358 M24308/23-358 Standard 37 M24308/23-358
30 M24308/23-359 M24308/23-359 Standard 50 M24308/23-359
31 M24308/23-373 M24308/23-373 High Density 15 M24308/23-373
32 M24308/23-374 M24308/23-374 High Density 26 M24308/23-374
33 M24308/23-375 M24308/23-375 High Density 44 M24308/23-375
34 M24308/23-376 M24308/23-376 High Density 62 M24308/23-376
35 M24308/23-377 M24308/23-377 High Density 78 M24308/23-377




A

pproved Part List QPL Right Angle PC Tail Socket Connector (With Non-Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/23-225F M2000/23-225F Standard 9 M24308/23-225F
2 M24308/23-226F M2000/23-226F Standard 15 M24308/23-226F
3 M24308/23-227F M2000/23-227F Standard 25 M24308/23-227F
4 M24308/23-228F M2000/23-228F Standard 37 M24308/23-228F
5 M24308/23-229F M2000/23-229F Standard 50 M24308/23-229F
6 M24308/23-231F M2000/23-231F Standard 9 M24308/23-231F
7 M24308/23-232F M2000/23-232F Standard 15 M24308/23-232F
8 M24308/23-233F M2000/23-233F Standard 25 M24308/23-233F
9 M24308/23-234F M2000/23-234F Standard 37 M24308/23-234F
10 M24308/23-235F M2000/23-235F Standard 50 M24308/23-235F
11 M24308/23-237F M2000/23-237F Standard 9 M24308/23-237F
12 M24308/23-238F M2000/23-238F Standard 15 M24308/23-238F
13 M24308/23-239F M2000/23-239F Standard 25 M24308/23-239F
14 M24308/23-240F M2000/23-240F Standard 37 M24308/23-240F
15 M24308/23-241F M2000/23-241F Standard 50 M24308/23-241F
16 M24308/23-243F M2000/23-243F Standard 9 M24308/23-243F
17 M24308/23-244F M2000/23-244F Standard 15 M24308/23-244F
18 M24308/23-245F M2000/23-245F Standard 25 M24308/23-245F
19 M24308/23-246F M2000/23-246F Standard 37 M24308/23-246F
20 M24308/23-24TF M2000/23-247F Standard 50 M24308/23-247F
21 M24308/23-249F M2000/23-249F Standard 9 M24308/23-249F
22 M24308/23-250F M2000/23-250F Standard 15 M24308/23-250F
23 M24308/23-251F M2000/23-251F Standard 25 M24308/23-251F
24 M24308/23-252F M2000/23-252F Standard 37 M24308/23-252F
25 M24308/23-253F M2000/23-253F Standard 50 M24308/23-253F
26 M24308/23-255F M2000/23-255F Standard 9 M24308/23-255F
27 M24308/23-256F M2000/23-256F Standard 15 M24308/23-256F
28 M24308/23-257F M2000/23-257F Standard 25 M24308/23-257F
29 M24308/23-258F M2000/23-258F Standard 37 M24308/23-258F
30 M24308/23-259F M2000/23-259F Standard 50 M24308/23-259F
31 M24308/23-273F M2000/23-273F High Density 15 M24308/23-273F
32 M24308/23-274F M2000/23-274F High Density 26 M24308/23-274F
33 M24308/23-275F M2000/23-275F High Density 44 M24308/23-275F
34 M24308/23-276F M2000/23-276F High Density 62 M24308/23-276F
35 M24308/23-277F M2000/23-277F High Density 78 M24308/23-277F
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pproved Part List QPL Right Angle PC Tail Socket Connector (With Non-Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
36 M24308/23-225Z M2000/23-225Z Standard 9 M24308/23-225Z
37 M24308/23-226Z M2000/23-226Z Standard 15 M24308/23-226Z
38 M24308/23-227Z M2000/23-2272 Standard 25 M24308/23-227Z
39 M24308/23-228Z M2000/23-228Z Standard 37 M24308/23-228Z
40 M24308/23-229Z M2000/23-229Z Standard 50 M24308/23-229Z
41 M24308/23-231Z M2000/23-231Z Standard 9 M24308/23-231Z
42 M24308/23-2322 M2000/23-232Z Standard 15 M24308/23-232Z
43 M24308/23-233Z M2000/23-233Z Standard 25 M24308/23-233Z
44 M24308/23-234Z M2000/23-234Z Standard 37 M24308/23-234Z
45 M24308/23-235Z M2000/23-235Z Standard 50 M24308/23-235Z
46 M24308/23-237Z M2000/23-237Z Standard 9 M24308/23-237Z
47 M24308/23-238Z M2000/23-238Z Standard 15 M24308/23-238Z
48 M24308/23-239Z M2000/23-239Z Standard 25 M24308/23-239Z
49 M24308/23-240Z M2000/23-240Z Standard 37 M24308/23-240Z
50 M24308/23-241Z M2000/23-241Z Standard 50 M24308/23-241Z
51 M24308/23-243Z M2000/23-243Z Standard 9 M24308/23-243Z
52 M24308/23-244Z M2000/23-244Z Standard 15 M24308/23-244Z
53 M24308/23-2452 M2000/23-2452 Standard 25 M24308/23-245Z
54 M24308/23-246Z M2000/23-246Z Standard 37 M24308/23-246Z
55 M24308/23-247Z M2000/23-247Z Standard 50 M24308/23-247Z
56 M24308/23-249Z M2000/23-249Z Standard 9 M24308/23-249Z
57 M24308/23-250Z M2000/23-250Z Standard 15 M24308/23-250Z
58 M24308/23-251Z M2000/23-2512 Standard 25 M24308/23-251Z
59 M24308/23-25272 M2000/23-252Z Standard 37 M24308/23-2527
60 M24308/23-253Z M2000/23-253Z Standard 50 M24308/23-253Z
61 M24308/23-255Z M2000/23-255Z Standard 9 M24308/23-255Z
62 M24308/23-256Z M2000/23-256Z Standard 15 M24308/23-256Z
63 M24308/23-257Z M2000/23-257Z Standard 25 M24308/23-257Z
64 M24308/23-2582 M2000/23-258Z Standard 37 M24308/23-258Z
65 M24308/23-259Z M2000/23-259Z Standard 50 M24308/23-259Z
66 M24308/23-273Z M2000/23-273Z High Density 15 M24308/23-273Z
67 M24308/23-274Z M2000/23-274Z High Density 26 M24308/23-274Z
68 M24308/23-275Z M2000/23-275Z High Density 44 M24308/23-275Z
69 M24308/23-276Z M2000/23-276Z High Density 62 M24308/23-276Z
70 M24308/23-277Z M2000/23-2772 High Density 78 M24308/23-277Z
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A

pproved Part List QPL Right Angle PC Tail Socket Connector (Class ‘M’ Connector)

Sr. M.ilitar)f Manu'factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/23-125 M24308/23-125 Standard 9 M24308/23-125
2 M24308/23-126 M24308/23-126 Standard 15 M24308/23-126
3 M24308/23-127 M24308/23-127 Standard 25 M24308/23-127
4 M24308/23-128 M24308/23-128 Standard 37 M24308/23-128
5 M24308/23-129 M24308/23-129 Standard 50 M24308/23-129
6 M24308/23-131 M24308/23-131 Standard 9 M24308/23-131
7 M24308/23-132 M24308/23-132 Standard 15 M24308/23-132
8 M24308/23-133 M24308/23-133 Standard 25 M24308/23-133
9 M24308/23-134 M24308/23-134 Standard 37 M24308/23-134
10 M24308/23-135 M24308/23-135 Standard 50 M24308/23-135
" M24308/23-137 M24308/23-137 Standard 9 M24308/23-137
12 M24308/23-138 M24308/23-138 Standard 15 M24308/23-138
13 M24308/23-139 M24308/23-139 Standard 25 M24308/23-139
14 M24308/23-140 M24308/23-140 Standard 37 M24308/23-140
15 M24308/23-141 M24308/23-141 Standard 50 M24308/23-141
16 M24308/23-143 M24308/23-143 Standard 9 M24308/23-143
17 M24308/23-144 M24308/23-144 Standard 15 M24308/23-144
18 M24308/23-145 M24308/23-145 Standard 25 M24308/23-145
19 M24308/23-146 M24308/23-146 Standard 37 M24308/23-146
20 M24308/23-147 M24308/23-147 Standard 50 M24308/23-147
21 M24308/23-149 M24308/23-149 Standard 9 M24308/23-149
22 M24308/23-150 M24308/23-150 Standard 15 M24308/23-150
23 M24308/23-151 M24308/23-151 Standard 25 M24308/23-151
24 M24308/23-152 M24308/23-152 Standard 37 M24308/23-152
25 M24308/23-153 M24308/23-153 Standard 50 M24308/23-153
26 M24308/23-155 M24308/23-155 Standard 9 M24308/23-155
27 M24308/23-156 M24308/23-156 Standard 15 M24308/23-156
28 M24308/23-157 M24308/23-157 Standard 25 M24308/23-157
29 M24308/23-158 M24308/23-158 Standard 37 M24308/23-158
30 M24308/23-159 M24308/23-159 Standard 50 M24308/23-159
31 M24308/23-173 M24308/23-173 High Density 15 M24308/23-173
32 M24308/23-174 M24308/23-174 High Density 26 M24308/23-174
33 M24308/23-175 M24308/23-175 High Density 44 M24308/23-175
34 M24308/23-176 M24308/23-176 High Density 62 M24308/23-176
35 M24308/23-177 M24308/23-177 High Density 78 M24308/23-177
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tandard Density Right Angle PC Tail Type Plug Contact Connector
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DIMENSION TABLE :

sHeLL| STANDARD PC TAIL LENGTH
SIZE DENSITY ‘N B ‘¢ ‘D E P ‘G W J K (K " " 7
NO. OF PINS
1 0 3119 | 17.04 | 2512 | 848 | 1293 | 1097 | 605 | 1953 | 1097 | 152 | 1.02
3043 | 16.79 | 2487 | 823 | 1247 | 1046 | 582 | 19.02 | 1046 | 089 | 051
3952 | 2537 | 3345 | 848 | 1293 | 1097 | 605 | 2776 | 1097 | 152 | 1.02
2 5 3876 | 2512 | 3320 | 823 | 1247 | 1046 | 582 | 2725 | 1046 | 089 | 051
5342 | 39.09 | 4717 | 848 | 1293 | 1107 | 599 | 4153 | 1097 | 178 | 124 | 470 | 533 | 391
s 2 5265 | 38.84 | 4691 | 823 | 1217 | 1057 | 569 | 41.02 | 1046 | 127 | 074 | 330 | 3.94 | 251
69.70 | 5555 | 6363 | 848 | 1293 | 11.07 | 599 | 57.96 | 1097 | 178 | 1.24
4 Sl 68.94 | 5530 | 63.37 | 823 | 1217 | 1057 | 569 | 5745 | 1046 | 127 | 0.74
67.31 | 52.93 | 6124 | 1133 | 15,75 | 11.07 | 599 | 5558 | 1382 | 178 | 1.24
5 50 66.55 | 52.68 | 60.99 | 11.07 | 14.99 | 1057 | 569 | 5507 | 13.31 | 127 | 0.74
NOTES :

1. DIMENSION ARE 3.81MM MIN. (FOR SIZE 3,4,5) AND 4.04MM MIN.(SIZE 1,2).
2. SCREW & NUT IS USE ONLY FOR TRANSPORTATION PURPOSE.




igh Density Right Angle PC Tail Type Connector Plug Contact Connector

PIN 1 1.98+0.38
2 PLCS.
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15TO 62 PIN
« o SEE NOTE 1
e
er:H 8 =
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S) ( \ () =—— ROW 4
4k = ROW 3
111 " i ROW 2
MARKED CONN. NO. —1 -1 () <Lt n ROW 1
CENTRALLY ON — Pt
FRONT SHELL % —" Wil |eastc
g I BRACKET
STD-THROUGH HOLE. 1143 | 2.0840.38
1351 | 3 PLCS.
15.59
17.67
20.50
78 PIN (4 ROWS)
DIMENSION TABLE :
HIGH PC TAIL
ssHIEEL DENSITY ‘A’ EB! EC’ ID’ SE’ IFY ‘G’ IH! lJ’ SK’ lL’ LENGTH
NO. OF PINS x
1 5 3119 | 17.04 | 2512 | 848 | 1203 | 10907 | 612 | 1953 [ 1097 | 152 | 102
3043 | 1679 | 2487 | 823 | 1247 | 1046 | 582 | 19.02 | 1046 | 089 | 051
, ” 3952 | 2537 | 3345 | 848 | 1203 | 1007 | 612 | 2776 | 1097 | 152 | 102
3876 | 2512 | 3320 | 823 | 1217 | 1046 | 582 | 27.25 | 1046 | 089 | 051
X u 5342 | 3000 | 4747 | 848 | 1293 | 1107 | 599 | 4153 [ 1097 | 178 | 124 | 391
5265 | 3884 | 4691 | 823 | 1247 | 1057 | 569 | 4102 | 1046 | 127 | 074 | 251
69.70 | 5555 | 6363 | 848 | 1293 | 1107 | 599 | 57.96 | 1097 | 178 | 124
4 62 68.94 | 5530 | 6337 | 823 | 1217 | 1057 | 569 | 5745 | 1046 | 127 | 074
67.31 | 5293 | 6124 | 1133 | 1575 | 1107 | 599 | 5558 | 1382 | 178 | 124
5 8 66.55 | 5268 | 60.99 | 11.07 | 1499 | 1057 | 560 | 5507 | 1331 | 127 | 074
NOTES :

1. DIMENSION ARE 3.81MM MINIMUM (FOR SIZE 3,4,5) AND 4.04MM MIN.(SIZE 1,2).
2. SCREW & NUT IS USE ONLY FOR TRANSPORTATION PURPOSE.




pplication Data & Dimensions For PC Tail Connectors

Application Application Nominal PC Tail Pin Diameter
Dash Number Board Thickness Pin Diameter Length (N)
M24308/24-1 Through 470 mm 0.84 mm

M24308/24-5 2:39 mm 0.76 mm 330 mm 0.69 mm
M24308/24-7 Through 5.33 mm 0.84 mm
M24308/24-11 3.18 mm 0.76 mm 394 mm 0.69 mm
M24308/24-13 Through 470 mm 1.09 mm
M24308/24-17 2.39 mm 1.02mm 330 mm 0.94 mm
M24308/24-19 Through 533 mm 1.09 mm
M24308/24-23 3.18 mm 102 mm 3.94 mm 0.94 mm
M24308/24-25 Through 391 mm 0.84 mm
M24308/24-29 .57 mm 0.76 mm 251 mm 0.69 mm
M24308/24-31 Through 4.70 mm 0.84 mm
M24308/24-35 2.39 mm 0.76 mm 330 mm 0.69 mm
M24308/24-37 Through 391 mm 1.09 mm
M24308/24-41 1.57 mm 1.02 mm 251 mm 0.94 mm
M24308/24-43 Through 470 mm 1.09 mm
M24308/24-47 2.39 mm 1.02 mm 3.30 mm 0.94 mm
M24308/24-49 Through 533 mm 0.84 mm
M24308/24-53 3.18 mm 0.76 mm 3.94 mm 0.69 mm
M24308/24-55 Through 533 mm 1.09 mm
M24308/24-59 3,18 mm 1.02 mm 3.94 mm 0.94 mm
M24308/24-61 Through 470 mm 0.58 mm
M24308/24-65 2.39 mm 0.5 mm 3.30 mm 043 mm
M24308/24-67 Through 18 051 813 mm 0,58 mm
M24308/24-71 : : 6.99 mm 043 mm
M24308/24-73 Through 157 mm 051 mm 3.91 mm 0.58 mm
M24308/24-77 : : 251 mm 0.43 mm




A

pproved Part List QPL Right Angle PC Tail Plug Connector (With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type NO_' of Marking On The
No. Designation Designation Pins Connector
1 M24308/24-25F M2000/24-25F Standard 9 M24308/24-25F
2 M24308/24-26F M2000/24-26F Standard 15 M24308/24-26F
3 M24308/24-27F M2000/24-27F Standard 25 M24308/24-27F
4 M24308/24-28F M2000/24-28F Standard 37 M24308/24-28F
5 M24308/24-29F M2000/24-29F Standard 50 M24308/24-29F
6 M24308/24-31F M2000/24-31F Standard 9 M24308/24-31F
7 M24308/24-32F M2000/24-32F Standard 15 M24308/24-32F
8 M24308/24-33F M2000/24-33F Standard 25 M24308/24-33F
9 M24308/24-34F M2000/24-34F Standard 37 M24308/24-34F
10 M24308/24-35F M2000/24-35F Standard 50 M24308/24-35F
11 M24308/24-37F M2000/24-37F Standard 9 M24308/24-37F
12 M24308/24-38F M2000/24-38F Standard 15 M24308/24-38F
13 M24308/24-39F M2000/24-39F Standard 25 M24308/24-39F
14 M24308/24-40F M2000/24-40F Standard 37 M24308/24-40F
15 M24308/24-41F M2000/24-41F Standard 50 M24308/24-41F
16 M24308/24-43F M2000/24-43F Standard 9 M24308/24-43F
17 M24308/24-44F M2000/24-44F Standard 15 M24308/24-44F
18 M24308/24-45F M2000/24-45F Standard 25 M24308/24-45F
19 M24308/24-46F M2000/24-46F Standard 37 M24308/24-46F
20 M24308/24-47F M2000/24-47F Standard 50 M24308/24-47F
21 M24308/24-49F M2000/24-49F Standard 9 M24308/24-49F
22 M24308/24-50F M2000/24-50F Standard 15 M24308/24-50F
23 M24308/24-51F M2000/24-51F Standard 25 M24308/24-51F
24 M24308/24-52F M2000/24-52F Standard 37 M24308/24-52F
25 M24308/24-53F M2000/24-53F Standard 50 M24308/24-53F
26 M24308/24-55F M2000/24-55F Standard 9 M24308/24-55F
27 M24308/24-56F M2000/24-56F Standard 15 M24308/24-56F
28 M24308/24-57F M2000/24-57F Standard 25 M24308/24-57F
29 M24308/24-58F M2000/24-58F Standard 37 M24308/24-58F
30 M24308/24-59F M2000/24-59F Standard 50 M24308/24-59F
31 M24308/24-73F M2000/24-73F High Density 15 M24308/24-73F
32 M24308/24-74F M2000/24-74F High Density 26 M24308/24-74F
33 M24308/24-75F M2000/24-75F High Density 44 M24308/24-75F
34 M24308/24-76F M2000/24-76F High Density 62 M24308/24-76F
35 M24308/24-77F M2000/24-77F High Density 78 M24308/24-77F
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pproved Part List QPL Right Angle PC Tail Plug Connector (With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
36 M24308/24-25Z M2000/24-25Z Standard 9 M24308/24-25Z
37 M24308/24-26Z M2000/24-26Z Standard 15 M24308/24-26Z
38 M24308/24-27Z M2000/24-27Z Standard 25 M24308/24-27Z
39 M24308/24-282 M2000/24-282 Standard 37 M24308/24-282
40 M24308/24-292 M2000/24-29Z Standard 50 M24308/24-29Z
41 M24308/24-31Z M2000/24-31Z Standard 9 M24308/24-31Z
42 M24308/24-32Z M2000/24-32Z Standard 15 M24308/24-32Z
43 M24308/24-33Z M2000/24-33Z Standard 25 M24308/24-33Z
44 M24308/24-342 M2000/24-34Z Standard 37 M24308/24-34Z
45 M24308/24-352 M2000/24-35Z Standard 50 M24308/24-352
46 M24308/24-37Z M2000/24-37Z Standard 9 M24308/24-37Z
47 M24308/24-38Z M2000/24-38Z Standard 15 M24308/24-38Z
48 M24308/24-39Z M2000/24-39Z Standard 25 M24308/24-39Z
49 M24308/24-40Z M2000/24-40Z Standard 37 M24308/24-40Z
50 M24308/24-412 M2000/24-41Z Standard 50 M24308/24-41Z
51 M24308/24-432 M2000/24-43Z Standard 9 M24308/24-432
52 M24308/24-447 M2000/24-44Z Standard 15 M24308/24-447
53 M24308/24-45Z M2000/24-45Z Standard 25 M24308/24-457Z
54 M24308/24-46Z M2000/24-46Z Standard 37 M24308/24-46Z
55 M24308/24-472 M2000/24-47Z Standard 50 M24308/24-472
56 M24308/24-497 M2000/24-49Z Standard 9 M24308/24-492
57 M24308/24-50Z M2000/24-50Z Standard 15 M24308/24-50Z
58 M24308/24-51Z M2000/24-51Z Standard 25 M24308/24-51Z
59 M24308/24-52Z M2000/24-52Z Standard 37 M24308/24-52Z
60 M24308/24-532 M2000/24-53Z Standard 50 M24308/24-53Z2
61 M24308/24-552 M2000/24-55Z Standard 9 M24308/24-552
62 M24308/24-56Z M2000/24-56Z Standard 15 M24308/24-56Z
63 M24308/24-57Z M2000/24-57Z Standard 25 M24308/24-57Z
64 M24308/24-58Z M2000/24-58Z Standard 37 M24308/24-58Z
65 M24308/24-59Z M2000/24-59Z Standard 50 M24308/24-59Z
66 M24308/24-732 M2000/24-73Z High Density 15 M24308/24-73Z
67 M24308/24-742 M2000/24-74Z High Density 26 M24308/24-74Z
68 M24308/24-75Z M2000/24-75Z High Density 44 M24308/24-75Z
69 M24308/24-76Z M2000/24-76Z High Density 62 M24308/24-76Z
70 M24308/24-77Z M2000/24-77Z High Density 78 M24308/24-77Z
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pproved Part List QPL Right Angle PC Tail Plug Connector (With Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
71 M24308/24-25K M2000/24-25K Standard 9 M24308/24-25K
72 M24308/24-26K M2000/24-26K Standard 15 M24308/24-26K
73 M24308/24-27K M2000/24-27K Standard 25 M24308/24-27K
74 M24308/24-28K M2000/24-28K Standard 37 M24308/24-28K
75 M24308/24-29K M2000/24-29K Standard 50 M24308/24-29K
76 M24308/24-31K M2000/24-31K Standard 9 M24308/24-31K
77 M24308/24-32K M2000/24-32K Standard 15 M24308/24-32K
78 M24308/24-33K M2000/24-33K Standard 25 M24308/24-33K
79 M24308/24-34K M2000/24-34K Standard 37 M24308/24-34K
80 M24308/24-35K M2000/24-35K Standard 50 M24308/24-35K
81 M24308/24-37K M2000/24-37K Standard 9 M24308/24-37K
82 M24308/24-38K M2000/24-38K Standard 15 M24308/24-38K
83 M24308/24-39K M2000/24-39K Standard 25 M24308/24-39K
84 M24308/24-40K M2000/24-40K Standard 37 M24308/24-40K
85 M24308/24-41K M2000/24-41K Standard 50 M24308/24-41K
86 M24308/24-43K M2000/24-43K Standard 9 M24308/24-43K
87 M24308/24-44K M2000/24-44K Standard 15 M24308/24-44K
88 M24308/24-45K M2000/24-45K Standard 25 M24308/24-45K
89 M24308/24-46K M2000/24-46K Standard 37 M24308/24-46K
90 M24308/24-47K M2000/24-47K Standard 50 M24308/24-47K
9N M24308/24-49K M2000/24-49K Standard 9 M24308/24-49K
92 M24308/24-50K M2000/24-50K Standard 15 M24308/24-50K
93 M24308/24-51K M2000/24-51K Standard 25 M24308/24-51K
94 M24308/24-52K M2000/24-52K Standard 37 M24308/24-52K
95 M24308/24-53K M2000/24-53K Standard 50 M24308/24-53K
96 M24308/24-55K M2000/24-55K Standard 9 M24308/24-55K
97 M24308/24-56K M2000/24-56K Standard 15 M24308/24-56K
98 M24308/24-57K M2000/24-57K Standard 25 M24308/24-57K
99 M24308/24-58K M2000/24-58K Standard 37 M24308/24-58K
100 M24308/24-59K M2000/24-59K Standard 50 M24308/24-59K
101 M24308/24-73K M2000/24-73K High Density 15 M24308/24-73K
102 M24308/24-74K M2000/24-74K High Density 26 M24308/24-74K
103 M24308/24-75K M2000/24-75K High Density 44 M24308/24-75K
104 M24308/24-76K M2000/24-76K High Density 62 M24308/24-76K
105 M24308/24-77K M2000/24-77K High Density 78 M24308/24-77K
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A

pproved Part List QPL Right Angle PC Tail Plug Connector (Class ‘D" Connector)

Sr. M.ilitary Manu.factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/24-325 M24308/24-325 Standard 9 M24308/24-325
2 M24308/24-326 M24308/24-326 Standard 15 M24308/24-326
3 M24308/24-327 M24308/24-327 Standard 25 M24308/24-327
4 M24308/24-328 M24308/24-328 Standard 37 M24308/24-328
5 M24308/24-329 M24308/24-329 Standard 50 M24308/24-329
6 M24308/24-331 M24308/24-331 Standard 9 M24308/24-331
7 M24308/24-332 M24308/24-332 Standard 15 M24308/24-332
8 M24308/24-333 M24308/24-333 Standard 25 M24308/24-333
9 M24308/24-334 M24308/24-334 Standard 37 M24308/24-334
10 M24308/24-335 M24308/24-335 Standard 50 M24308/24-335
" M24308/24-337 M24308/24-337 Standard 9 M24308/24-337
12 M24308/24-338 M24308/24-338 Standard 15 M24308/24-338
13 M24308/24-339 M24308/24-339 Standard 25 M24308/24-339
14 M24308/24-340 M24308/24-340 Standard 37 M24308/24-340
15 M24308/24-341 M24308/24-341 Standard 50 M24308/24-341
16 M24308/24-343 M24308/24-343 Standard 9 M24308/24-343
17 M24308/24-344 M24308/24-344 Standard 15 M24308/24-344
18 M24308/24-345 M24308/24-345 Standard 25 M24308/24-345
19 M24308/24-346 M24308/24-346 Standard 37 M24308/24-346
20 M24308/24-347 M24308/24-347 Standard 50 M24308/24-347
21 M24308/24-349 M24308/24-349 Standard 9 M24308/24-349
22 M24308/24-350 M24308/24-350 Standard 15 M24308/24-350
23 M24308/24-351 M24308/24-351 Standard 25 M24308/24-351
24 M24308/24-352 M24308/24-352 Standard 37 M24308/24-352
25 M24308/24-353 M24308/24-353 Standard 50 M24308/24-353
26 M24308/24-355 M24308/24-355 Standard 9 M24308/24-355
27 M24308/24-356 M24308/24-356 Standard 15 M24308/24-356
28 M24308/24-357 M24308/24-357 Standard 25 M24308/24-357
29 M24308/24-358 M24308/24-358 Standard 37 M24308/24-358
30 M24308/24-359 M24308/24-359 Standard 50 M24308/24-359
31 M24308/24-373 M24308/24-373 High Density 15 M24308/24-373
32 M24308/24-374 M24308/24-374 High Density 26 M24308/24-374
33 M24308/24-375 M24308/24-375 High Density 44 M24308/24-375
34 M24308/24-376 M24308/24-376 High Density 62 M24308/24-376
35 M24308/24-377 M24308/24-377 High Density 78 M24308/24-377
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A

pproved Part List QPL Right Angle PC Tail Plug Connector (With Non-Magnetic Shell)

Sr. M.ilitary Manu.factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/24-225F M2000/24-225F Standard 9 M24308/24-225F
2 M24308/24-226F M2000/24-226F Standard 15 M24308/24-226F
3 M24308/24-227F M2000/24-227F Standard 25 M24308/24-227F
4 M24308/24-228F M2000/24-228F Standard 37 M24308/24-228F
5 M24308/24-229F M2000/24-229F Standard 50 M24308/24-229F
6 M24308/24-231F M2000/24-231F Standard 9 M24308/24-231F
7 M24308/24-232F M2000/24-232F Standard 15 M24308/24-232F
8 M24308/24-233F M2000/24-233F Standard 25 M24308/24-233F
9 M24308/24-234F M2000/24-234F Standard 37 M24308/24-234F
10 M24308/24-235F M2000/24-235F Standard 50 M24308/24-235F
1 M24308/24-237F M2000/24-237F Standard 9 M24308/24-237F
12 M24308/24-238F M2000/24-238F Standard 15 M24308/24-238F
13 M24308/24-239F M2000/24-239F Standard 25 M24308/24-239F
14 M24308/24-240F M2000/24-240F Standard 37 M24308/24-240F
15 M24308/24-241F M2000/24-241F Standard 50 M24308/24-241F
16 M24308/24-243F M2000/24-243F Standard 9 M24308/24-243F
17 M24308/24-244F M2000/24-244F Standard 15 M24308/24-244F
18 M24308/24-245F M2000/24-245F Standard 25 M24308/24-245F
19 M24308/24-246F M2000/24-246F Standard 37 M24308/24-246F
20 M24308/24-24TF M2000/24-247F Standard 50 M24308/24-24TF
21 M24308/24-249F M2000/24-249F Standard 9 M24308/24-249F
22 M24308/24-250F M2000/24-250F Standard 15 M24308/24-250F
23 M24308/24-251F M2000/24-251F Standard 25 M24308/24-251F
24 M24308/24-252F M2000/24-252F Standard 37 M24308/24-252F
25 M24308/24-253F M2000/24-253F Standard 50 M24308/24-253F
26 M24308/24-255F M2000/24-255F Standard 9 M24308/24-255F
27 M24308/24-256F M2000/24-256F Standard 15 M24308/24-256F
28 M24308/24-257F M2000/24-257F Standard 25 M24308/24-257F
29 M24308/24-258F M2000/24-258F Standard 37 M24308/24-258F
30 M24308/24-259F M2000/24-259F Standard 50 M24308/24-259F
31 M24308/24-273F M2000/24-273F High Density 15 M24308/24-273F
32 M24308/24-274F M2000/24-274F High Density 26 M24308/24-274F
33 M24308/24-275F M2000/24-275F High Density 44 M24308/24-275F
34 M24308/24-276F M2000/24-276F High Density 62 M24308/24-276F
35 M24308/24-277F M2000/24-277F High Density 78 M24308/24-277F
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pproved Part List QPL Right Angle PC Tail Plug Connector (With Non-Magnetic Shell)

Sr. Military Manufacturers T No. of Marking On The
No. Designation Designation ype Pins Connector
36 M24308/24-2257 M2000/24-2257 Standard 9 M24308/24-2257
37 M24308/24-226Z M2000/24-226Z Standard 15 M24308/24-226Z
38 M24308/24-227Z M2000/24-2277 Standard 25 M24308/24-2277
39 M24308/24-228Z M2000/24-228Z Standard 37 M24308/24-228Z
40 M24308/24-229Z M2000/24-229Z Standard 50 M24308/24-229Z
41 M24308/24-231Z M2000/24-231Z Standard 9 M24308/24-231Z
42 M24308/24-232Z M2000/24-2327 Standard 15 M24308/24-2327
43 M24308/24-233Z M2000/24-233Z Standard 25 M24308/24-233Z
44 M24308/24-234Z M2000/24-234Z Standard 37 M24308/24-234Z
45 M24308/24-235Z M2000/24-235Z Standard 50 M24308/24-235Z
46 M24308/24-237Z M2000/24-237Z Standard 9 M24308/24-237Z
47 M24308/24-238Z M2000/24-238Z Standard 15 M24308/24-238Z
48 M24308/24-239Z M2000/24-239Z Standard 25 M24308/24-239Z
49 M24308/24-240Z M2000/24-240Z Standard 37 M24308/24-240Z
50 M24308/24-241Z M2000/24-241Z Standard 50 M24308/24-241Z
51 M24308/24-243Z M2000/24-243Z Standard 9 M24308/24-243Z
52 M24308/24-2447 M2000/24-2447 Standard 15 M24308/24-2447
53 M24308/24-2457 M2000/24-2457 Standard 25 M24308/24-2457
54 M24308/24-246Z M2000/24-246Z Standard 37 M24308/24-246Z
55 M24308/24-247Z M2000/24-247Z Standard 50 M24308/24-247Z
56 M24308/24-249Z M2000/24-249Z Standard 9 M24308/24-249Z
57 M24308/24-250Z M2000/24-250Z Standard 15 M24308/24-250Z
58 M24308/24-251Z M2000/24-251Z Standard 25 M24308/24-251Z
59 M24308/24-2527 M2000/24-2527 Standard 37 M24308/24-2527
60 M24308/24-253Z M2000/24-253Z Standard 50 M24308/24-253Z
61 M24308/24-255Z M2000/24-255Z Standard 9 M24308/24-255Z
62 M24308/24-256Z M2000/24-256Z Standard 15 M24308/24-256Z
63 M24308/24-257Z M2000/24-257Z Standard 25 M24308/24-2577
64 M24308/24-258Z M2000/24-2582 Standard 37 M24308/24-258Z
65 M24308/24-259Z M2000/24-259Z Standard 50 M24308/24-259Z
66 M24308/24-273Z M2000/24-273Z High Density 15 M24308/24-273Z
67 M24308/24-274Z M2000/24-274Z High Density 26 M24308/24-274Z
68 M24308/24-275Z M2000/24-275Z High Density 44 M24308/24-275Z
69 M24308/24-276Z M2000/24-276Z High Density 62 M24308/24-276Z
70 M24308/24-277Z M2000/24-2772 High Density 78 M24308/24-277Z
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A

pproved Part List QPL Right Angle PC Tail Plug Connector (Class ‘M" Connector)

Sr. M_ilitary Manu.factu.rers Type Nq. of Marking On The
No. Designation Designation Pins Connector
1 M24308/24-125 M24308/24-125 Standard 9 M24308/24-125
2 M24308/24-126 M24308/24-126 Standard 15 M24308/24-126
3 M24308/24-127 M24308/24-127 Standard 25 M24308/24-127
4 M24308/24-128 M24308/24-128 Standard 37 M24308/24-128
5 M24308/24-129 M24308/24-129 Standard 50 M24308/24-129
6 M24308/24-131 M24308/24-131 Standard 9 M24308/24-131
7 M24308/24-132 M24308/24-132 Standard 15 M24308/24-132
8 M24308/24-133 M24308/24-133 Standard 25 M24308/24-133
9 M24308/24-134 M24308/24-134 Standard 37 M24308/24-134
10 M24308/24-135 M24308/24-135 Standard 50 M24308/24-135
11 M24308/24-137 M24308/24-137 Standard 9 M24308/24-137
12 M24308/24-138 M24308/24-138 Standard 15 M24308/24-138
13 M24308/24-139 M24308/24-139 Standard 25 M24308/24-139
14 M24308/24-140 M24308/24-140 Standard 37 M24308/24-140
15 M24308/24-141 M24308/24-141 Standard 50 M24308/24-141
16 M24308/24-143 M24308/24-143 Standard 9 M24308/24-143
17 M24308/24-144 M24308/24-144 Standard 15 M24308/24-144
18 M24308/24-145 M24308/24-145 Standard 25 M24308/24-145
19 M24308/24-146 M24308/24-146 Standard 37 M24308/24-146
20 M24308/24-147 M24308/24-147 Standard 50 M24308/24-147
21 M24308/24-149 M24308/24-149 Standard 9 M24308/24-149
22 M24308/24-150 M24308/24-150 Standard 15 M24308/24-150
23 M24308/24-151 M24308/24-151 Standard 25 M24308/24-151
24 M24308/24-152 M24308/24-152 Standard 37 M24308/24-152
25 M24308/24-153 M24308/24-153 Standard 50 M24308/24-153
26 M24308/24-155 M24308/24-155 Standard 9 M24308/24-155
27 M24308/24-156 M24308/24-156 Standard 15 M24308/24-156
28 M24308/24-157 M24308/24-157 Standard 25 M24308/24-157
29 M24308/24-158 M24308/24-158 Standard 37 M24308/24-158
30 M24308/24-159 M24308/24-159 Standard 50 M24308/24-159
31 M24308/24-173 M24308/24-173 High Density 15 M24308/24-173
32 M24308/24-174 M24308/24-174 High Density 26 M24308/24-174
33 M24308/24-175 M24308/24-175 High Density 44 M24308/24-175
34 M24308/24-176 M24308/24-176 High Density 62 M24308/24-176
35 M24308/24-177 M24308/24-177 High Density 78 M24308/24-177

(110




Special Products



rdering information For Solder Type Standard D-Sub Connector (Non Environmental)

Series: M2000

@ M2000/ XX X X X Connector Type : 1 - Receptacle Connector
T T with Solder Type Contact
| Special Option ( Fixed Contacts)
(Nil for standard version) 3 - Plug Connector with
Finish Solder Type Contact
( Fixed Contacts)
Shell Size
Shell Size :  1-9pin Finish:  F- Cadmium plate with
Connector Type 2-15 pin yellow passivation
) 3-25 pin Z - Zinc Plated
Series 4-37 pin TI - Tin Plated
5-50 pin

Manufacturers Logo

Special Option : L- Launch vehicle application

Plug Connector Solder Contact

[ F K
B . 5
: g
JI 8
4 Ll A ) )
N ] -]

AN
N
%
N
Va
N
i
I

N ] / ) L
U 1 y, 1Y
A 1.24 MAX.
9.91 MAX. 9.91 MAX.
STD-THRU. HOLE
(09 T0 37 PIN) (50 PIN)
SR. | CONNECTOR |SHELL| <. w | o | oo | e | e | o | op e | oo
R NEC SHELL| A B c D E F G H J K L
30.43 | 16.79 | 24.87 10.46 19.02 0.51
1 [ M2000/3-1F | 09 | 3375 | 17,04 | 2512 10,97 19.53 o0 | 1:02
38.76 | 25.12 | 33.20 10.46 27.25 1.52 [ 0.61
2 | M2000/3-2F [ 15 | 35755 | 25337 | 33.45 10,97 27.76 1.02
52.65 | 38.84 | 46.91 | 8.23 | 12.17 | 10.57 | 5.82 | 41.02 | 10.46 0.74
3 | M2000/3-3F [ 25 | 5575 | 39,00 | 47.17 | 848 | 12.93 | 11.07 | 6.05 | 41.53 | 10,97 1.25
H 68.94 | 55.30 | 63.37 10.57 57.45 1.27 [074
4 | M2000/3—4F | 37 | gg'70 | 55,55 | 63.63 11.07 57.96 178 | 1.25
66.55 | 52.68 | 60.99 | 11.07 | 14.99 | 10.57 55.07 | 13.31 0.74
5 | M2000/3-5F [ 50 | o771 [ 52,93 | 61.24 | 11.33 | 15.75 | 11.07 55.58 | 13.82 1.25
Receptacle Connector With Solder Contact
F
C G K 2]
B L 4
8
N M ) [}
) ] -
JaAY —
w al -
N = ++
B W\
), LL} <
Lld
A 9.91 MAX. 1.24 MAX.
(09 TO 37 PIN) STD-THRU. HOLE
IL SR. CONNECTOR |SHELL| «,» ‘e L) e e = [y oy e oo
1 {,_____Illzﬁ_\\\ 1 NO. NO. SIZE A B c D E F G H J K L
30.43 | 16.21 | 24.87 19.02 0.51
/] 1 -
A /F-@dB@@- 1 A 1 [ M2000/1-1F [ 09 | 3y4g | 1648 | 25012 19.53 1.02
T ifran T 38.76 | 24.54 | 33.20 27.25 0.51
W " @ 3 E \ % 2 | M2000/1-2F | 15 |3g55 | 2479 | 33.45 27.76 1.02
8 p 52.65 | 38.25 | 46.91 | 7.77 | 12.17 | 10.64 | 6.05 [41.02 | 10.46 | 0.89 [0.74
M if M 3 | M2000/1—3F | 25 | 53°45 | 38051 | 47.17 | B.03 | 12.93 | 11.15 | 6.30 | 4153 | 10.97 | 1.52 | 1.25
68.94 | 54.71 | 83.37 57.45 0.74
4 [ M2000/1—4F | 37 | 6970 | 54.97 | 63.63 57.96 1.25
H 66.55 | 52.30 | 60.99 | 10.62 | 14.99 55.07 | 13.31 0.74
5 | M2000/1-5F | 50 | g5'37 | 52355 | 61.24 | 10.87 | 15.75 ss.58 | 13.82 1.25




rdering Information For Standard D-Sub Grommet Type Connector (Crimp Type Contact)

Series: M2000
@ M2000/ X X Connector Type: 4 - Plug Connector with Pin Contact

X X
—_ Crimp Type, Rear Release,
| Rear Removable
Special Option (Nil

X

2 - Socket Connector with Socket

for standard version) Contact Crimp Type, Rear
Plating Finish Release, Rear Removable
Grommet Type .
. P Grommet Type : G- Silicon Elastomer Grommet
Shell Size Shell Size :  1-9pin Finish: F-Cadmium plate with
Connector Type 2-15 pin yellow passivation
. 3-25 pin Z - Zinc Plated,
Series 4-37 p!n Tl - Tin Plated
Manufacturers Logo 5-50 pin
Special Option:  L- Launch vehicle application

Plug Connector With Pin Contact (With Grommet) - Rear Removable

©3.05£0.13 H
A (2 HOLES) ®
15.18 MAX. ?; 1.78 MAX.
8
, -
s 2/ ® E
¥ u/ ’
) 2 o
N i P i
< 1.24 MAX.
o
MAX. STD-THROUGH HOLE.
Sr. CONNECTOR SHELL| A B C D E F G H J K
NO. NO. SIZE |+0.13 +013 | +0413 [%038 |[:025 |%038 [:025 +0.25 | £0.15 | 025
1 | ®M2000/4-1GF 1 16.92 8.36 24.99 30.81 19.28 12.55 10.72 10.72 5.97 0.76
M !, M
! = 2 | ®M2000/4-2GF 2 25.25 8.36 33.32 39.14 27.51 12.55 10.72 10.72 5.97 0.76
3 | ®M2000/4-3GF 3 38.96 8.36 47.04 53.04 4130 12.55 10.72 10.72 5.97 0.76
4 | ®M2000/4-4GF 4 55.42 8.36 63.50 69.32 57.71 12.55 10.72 10.82 5.84 0.99
5 | @M2000/4-5GF 5 52.81 120 | 61.11 66.93 55.32 15.37 13.56 10.82 5.84 0.99

2 3.05+0.13
(2 HOLES) 10.90£0.25
" o
0.76+0.25 3
T5.18MAX. 8 1.78 MAX.
| S
| b
o N A ()
i 1.24 MAX.
< 6.17£0.13
0l 953 STDTHROUGH HOLE.
MAX.
J J
Sr. CONNECTOR  |SHELL| A’ 'B' c D’ E' F G
- 1F 1 NO. NO. SIZE | 013 | %043 | +013 | %038 | £025 | +038 | %025
E 1 B®M2000/2-1GF 1 16.33 7.90 24.99 30.81 19.28 12.55 10.72
2 ® M2000/2-2GF 2 24.66 7.90 33.32 39.14 27.51 12.55 10.72
3 ®M2000/2-3GF 3 38.38 7.90 47.04 53.04 41.30 12.55 10.72
4 ®M2000/2-4GF 4 54.84 7.90 63.50 69.32 57.71 12.55 10.72
5 ®M2000/2-5GF 5 52.43 10.74 61.11 66.93 55.32 15.37 13.56




rdering Information For Straight PC Tail Type Connector (Plug Connector)

ORDERING INFORMATION STRAIGHT PC TAIL TYPE CONNECTORS

@ M2000 / 24 — XX F — XXXX

-I-— CN - WITH CLINCH NUT (4-40UNC)

IF - WITH INTERFAACIAL SEAL

IFCN - WITH INTERFACIAL SEAL & CLINCH NUT
FS - FEMALE SCREWLOCK (JACKPOST)

MS - MALE SCREWLOCK

L - LAUNCH VEHICLE OPTION

CONNECTOR TYPE:

23 - RECEPTACLE CONNECTOR (PC TAIL TYPE)
24 - PLUG CONNECTOR (PC TAIL TYPE)

FINISH
F - CADMIUM YELLOW PASSIVATED

Z - ZINC YELLOW PASSIVATED
K- ZINC NICKEL BLACK FINISH

FINISH T - NICKEL PTFE FINISH
SHELL SIZE (1,2, 3,4) TI- TIN PLATED
CONNECTOR TYPE
NOTE :
SERIES 1. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR
MANUFACTURER LOGO (NOT APPLICABLE FOR CONNECTOR WITH CLINCH NUT)
el P N
PIN 1 B #3.0540.13 v £ —
" (2 HOLES) S
( i )i - | X
i W - -
P, I Ot e v - — I —
= e
L]
N I y
UM
4004020
(50 PIN)
5344020
”
09 TO 37 PIN:
DIMENSION TABLE (PLUG CONNECTOR)
SR.|" CONNECTOR She"[f*déw A | B | T ol E|F|e|H ]|V | K| L
NOJ  PART NO. _|Size | No o Phis
1 | vz000i2a1r | 1 30.43 [16.79 | 24.87 10.46 19.02 0.51
3 09 31.19 |17.04 |25.12 10.97 19.53 1.02
38.76 |25.12 |33.20 10.46 27.25 0.89 |0 51
2 g 2 15
M2000/24-2F 39.52 |25.37 |33.45 10.97 27.76 152 11.02
H 5265 [38.84 [46.91 | 823 [12.17 [10.57| 582 |41.02(10.46 0.74
8 |M2000i24-3F | 3 | 25 | 5345 |39.09 [47.17 | 848 |1293 |11.07| 6.95 [41.53] 1097 1.25
68.94 |55.30 |63.37 10.57 57.45 127 [0.74
4 |M2000i24-4F | 4 | 37 | 6970 |5555 6363 11.07 57.96 1.78 | 125
66.55 |52.65 |60.99 | 11.07 |14.99|10.57 55.07 13.31 0.74
5 [M2000/24-5F | 5 50 67.31 |52.93 |61.24 | 11.33 |15.75]11.07 55.58] 13.82 1.25
For Straight PC Tail Type Connector (Receptacle)
- S
c = F %
PIN 1 © W
#3.05+0.13 B o S — K
(2 HOLES) —*-]—— IS
-
. B i 5 —
N —
L
N
N 4.00+0.20 50 PIN
| 5340020 (50PN
09 TO 37 PIN
DIMENSION TABLE (RECEPTACLE CONNECTOR)
Std.
SR.| CONNECTOR|Shell —glr— a' | 8" | 'C o|E|F [e|H | | K| L
NO| PART NO. |Size | o o Pos
1 | m200023.4F | 1 09 3043 |16.21 | 24.87 19.02 0.51
- 31.19 | 16.46 [25.12 19.53 1.02
38.76 | 24.54 [33.20 27.25 0.51
2 . 2 15
M2000/23-2F 39.52 | 24.79 |33.45 27.76 1.02
52.65 |38.25 [46.91 | 7.77 [12.17|10.646]6.05 |41.02| 10.46 [0.89 |0.74
. 2
W 3 |M2000/23-3F | 3 6 53.42 [38.51|47.17 | 8.03 [12.93| 11.15/6.30 41.53(10.97 |1.52 |1.25
68.94 [34.71|63.37 57.45 0.74
4 |M2000/23-4F | 4 | 87 | 6970 |54.97 |6363 57.96 125
66.55 |52.30 |60.99 | 10.62 |14.99 55.07| 13.31 0.74
5 y 5 50
M2000723-5F 67.31 | 52.55 | 61.24 | 10.87 |15.75 55.58] 13.82 1.25
§ 8
g b=
INTERFACIAL H CLINCHNUT &
[ | 5 (4-400UNC) §
g
o T BRASS BUSH
Q | I | I 2NOS.
| H [

LU

CONNECTOR WITH BRASS BUSH

3.75+0.02

CONNECTOR
WITH CLINCH NUT (4 - 400UNC THREAD)

—PLUG CONNECTOR
WITH INTERFACIAL SEAL




rdering Information For Straight PC Tail Type Connector (Plug Connector)

ORDERING INFORMATION STRAIGHT PC TAIL TYPE CONNECTORS
CONNECTOR TYPE:

23 - RECEPTACLE CONNECTOR (PC TAIL TYPE)
24 - PLUG CONNECTOR (PC TAIL TYPE)

@ M2000 / 24 — XX F — XXXX

-I-— CN - WITH CLINCH NUT (4-40UNC)

IF - WITH INTERFAACIAL SEAL

IFCN - WITH INTERFACIAL SEAL & CLINCH NUT
FS - FEMALE SCREWLOCK (JACKPOST)

MS - MALE SCREWLOCK

L - LAUNCH VEHICLE OPTION

FINISH

F - CADMIUM YELLOW PASSIVATED
Z-ZINC YELLOW PASSIVATED

K- ZINC NICKEL BLACK FINISH

FINISH T - NICKEL PTFE FINISH
SHELL SIZE (7, 8, 9, 10, 11) TI-TIN PLATED
CONNECTOR TYPE NOTE :
SERIES 1. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR
MANUFACTURER LOGO (NOT APPLICABLE FOR CONNECTOR WITH CLINCH NUT)
o E o
= -] ‘G’ =) G
K
PIN1 B #3.050.13 € & —
G TOES) s 9
-
— |}
la a :m C ] - — —
\ j ] I -
470+020
| 5344020 (50 PIN)
09 TO 37 PIN
- DIMENSION TABLE (PLUG CONNECTOR)
SR. |CONNECTOR She"—Diﬁgiw— w | B | e o|lEe |F| || v |K]| L
NO.| PART NO. |Size | No.of Pins
1 w0002 ; 30.43 | 16.79 | 24.87 10.46 19.02 0.51
M 4-7F 09 [31.19 [17.04 [25.12 10.97 19.53 1.02
1 2 2 15 | 88.76 |25.12 (33.20 10.46 27.25 089 10,51
M2000/24-8F 39.52 |25.37 | 33.45 10.97 27.76 152 11,02
- e S
52.65 |38.84 [46.91 | 823 [12.17 [10.57( 582 |41.02(10.46 0.74
3 [M2000/24-9F | 3 | 25 | 5545|3000 |47.47 | 848 [12.98 |11.07] 6.05 |41.53| 10.07 1.25
68.94 | 55.30 | 63.37 10.57 57.45 127 [0.74
4 |M2000i24-10F) 4 | 37 | 6970 |5555 |63.63 11,07 57.96 1.78 |1.25
66.55 [52.65 [60.99 | 11.07 |14.99 |10.57 55.07| 13.31 0.74
5 |M2000/24-11F) 5 0 67.31 |52.93 |61.24 | 11.33 |15.75]11.07 55.58] 13.82 1.25

For Straight PC Tail Type Connector (Receptacle)

< " 8
PIN 1 G b
@3.05:0.13 o &
— S
(2 HOLES) N
\\ o w i el — )
470+020 (50 PlN)
5344020
09 TO 37 PIN:
DIMENSION TABLE (RECEPTACLE CONNECTOR)
High
SR.[CONNECTOR SheII—De‘gW w 8 | olel|lF |e|lw!l v | x| L
NO| PART NO. [Size | No of Pins
1 voooorzarr | 1 09 30.43 [ 16.21 | 24.87 19.02 0.51
- 31.19 [16.46 | 25.12 19.53 1.02
38.76 |24.54 |33.20 27.25 0.51
e 2 . 2 15
H M2000/23-8F 39.52 |24.79 [33.45 27.76 1.02
52.65 |38.25 [46.91 | 7.77 [12.17(10.64 |6.05 |41.02(10.46 [0.89 |0.74
3 [M2000:23-9F | 3 | 26 | 5545 3851 [47.47 | 8.03 |12.93]11.15(6.30 |41.53] 1007 | 152 |1.25
68.94 |34.71|63.37 57.45 0.74
4 |M2000/23-10F| 4 | 37 | 6970 | 5497|6363 57.96 125
66.55 |52.30 [60.99 | 10.62 | 14.99 55.07| 13.31 0.74
5 [M2000/23-11F) S %0 67.31 |52.55 |61.24 | 10.87 |15.75 5558 13.82 1.25
& 8
o o
INTERFACIAL & NUTS
= (4-400UNC) o
IS
g === BRASS BUSH C i
g]_ ' :!: 2 NOs. =
T

CONNECTOR WITH BRASS BUSH

PLUG CONNECTOR
WITH INTERFACIAL SEAL

3.75+0.02

CONNECTOR
WITH CLINCH NUT (4 - 400UNC THREAD
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rdering Information For Straight PC Tail Type

Connector (Plug)

ORDERING INFORMATION STRAIGHT PC TAIL TYPE CONNECTORS

@ M2000 / 24 = XX F = XXXX

-I-— CN - WITH CLINCH NUT (4-40UNC)

IF - WITH INTERFAACIAL SEAL

IFCN - WITH INTERFACIAL SEAL & CLINCH NUT
FS - FEMALE SCREWLOCK (JACKPOST)

MS - MALE SCREWLOCK

L - LAUNCH VEHICLE OPTION

FINISH

SHELL SIZE (13, 14, 15, 16, 17)
CONNECTOR TYPE

SERIES

MANUFACTURER LOGO

CONNECTOR TYPE:

23 - RECEPTACLE CONNECTOR (PC TAIL TYPE)
24 - PLUG CONNECTOR (PC TAIL TYPE)

FINISH

F - CADMIUM YELLOW PASSIVATED
Z - ZINC YELLOW PASSIVATED

K- ZINC NICKEL BLACK FINISH

T - NICKEL PTFE FINISH

TI-TIN PLATED

NOTE :
1. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR
(NOT APPLICABLE FOR CONNECTOR WITH CLINCH NUT)

. . 8
S
PIN 1 B g
B 23.05+0.13 1 2
. (2 HOLES) Ql
i ?','¢ qﬂ =—|E
)_f \ * *M G =) = >
L —
I |
1H L
A 4,00+0.20
5.34+0.20 (50 PIN)
09 TO 37 PIN
DIMENSION TABLE (PLUG CONNECTOR)
SR.[CONNECTOR |Shell D*gg:n alelc!|l olele!lolwly |« v
NO| PART NO. |Size | Nx bt
N R 0o | 3043 [16.79 [24.87 10.46 19.02 0.51
- 31.19 |17.04 [25.12 10.97 19.53 1.02
38.76 |25.12 |33.20 10.46 27.25 0.89 | 051
2 14F| 2 15
M2000124-14F 39.52 |25.37 | 33.45 10.97 27.76 152 11.02
52.65 |38.84 [46.91 | 823 (1217 [10,57( 582 |41.02(10.46 0.74
3 [M2000/24-15F) 3 | 25 | 5545 |39.00 [47.17 | 848 [12.98 |11.07] 6.5 |41.53| 10.07 1.25
68.94 |55.30 | 63.37 10.57 57.45 127 |0.74
4 |M2000/24-16F| 4 | 87 | 6979 | 55556363 11,07 57.96 1.78 |1.25
66.55 | 52.65 [60.99 | 11.07 |14.99 [10.57 55.07| 13.31 074
5 |M2000/24-17F| 5 50 6731|5293 [61.24 | 1133 |15.75 |11.07 55.58] 13.82 1.25

For Straight PC Tail Type Connector (Receptacle)

F s

e E

3.0540.13 m 8

(2 HOLES) RS

\ T
L
\\ W 4= — —1 )
[
w 4.00£0.20 .
5.34£0.20 (50 PIN)

(09 To 37 PN)

DIMENSION TABLE (RECEPTACLE COI

NNECTOR)

3 |M2000/23-15F| 3 26

SR.|CONNECTOR |Shell [Qﬁgny A | B | C o E|F || H |y K|
NO| PART NO. |Size | No ofPins
1 | voo0023.136| 1 09 30.43 | 16.21 |24.87 19.02 0.51
31.19 [16.46 | 25.12 119.53| 1.02 |
38.76 |24.54 |33.20 27.25 0.51
w 2 |M2000123-14F) 2 " 39.52 |24.79 | 33.45 127.76 | 11.02 |
52.65 |38.25 [46.91 | 7.77 [12.17(10.64 |6.05 |41.02(10.46 [0.89 |0.74

53.42 |38.51 |47.17 | 8.03 |12.93[11.1516.30 |41.53|10.97 |1.52 [1.25
68.94 |34.71|63.37 57.45 0.74
4 |M2000/23-16F| 4 | 37 | 6970 | 5497|6363 57.96 125
66.55 |52.30 |60.99 | 10.62 |14.99 55.07| 13.31 0.74
5 [M2000/23-17F) S %0 67.31 |52.55 |61.24 | 10.87 |15.75 55,58 13.82 1.25
8 8
INTERFACIAL =1 LINCH NUT &
2 (4-40UNC) &
S Q|
. T1 | BRASS BUSH
g Ik V[T 2Nos.
© v [
o T
3.20 3.75+0.20
CONNECTOR WITH BRASS BUSH PLUG CONNECTOR CONNECTOR
WITH INTERFACIAL SEAL WITH CLINCH NUT (4 - 400UNC THREAD)
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rdering Information For Straight PC Tail Type Connector (Plug)

ORDERING INFORMATION STRAIGHT PC TAIL TYPE CONNECTORS

@ M2000 / 24 — XX F = XXXX

IF - WITH INTERFACIAL SEAL

FS - FEMALE SCREWLOCK (JACKPOST)
MS - MALE SCREWLOCK
L - LAUNCH VEHICLE OPTION

FINISH

SHELL SIZE (19, 20, 21, 22, 23)
CONNECTOR TYPE

SERIES

MANUFACTURER LOGO

-I-—- CN - WITH CLINCH NUT (4-40UNC)

IFCN - WITH INTERFACIAL SEAL & CLINCH NUT

CONNECTOR TYPE:

23 - RECEPTACLE CONNECTOR (PC TAIL TYPE)
24 - PLUG CONNECTOR (PC TAIL TYPE)

FINISH

F - CADMIUM YELLOW PASSIVATED
Z - ZINC YELLOW PASSIVATED

K- ZINC NICKEL BLACK FINISH

T - NICKEL PTFE FINISH

TI- TIN PLATED

NOTE :
1. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR
(NOT APPLICABLE FOR CONNECTOR WITH CLINCH NUT)

Ierr-ra— g
ot e B S ®
PIN1 B $$3.05£0.13 v B —
L (2 HOLES) B
4 |
) - ‘|
H —— | =)
a W ) ——— =
N\ L — | I
L
N iy y 1
T
A | 4.70:0.20 (50 PIN)
5 34+020
09 TO 37 PIN.
DIMENSION TABLE (PLUG CONNECTOR)
SR.| CONNECTOR Shell DHiq“_ a | B | © o|e | F|e|Hw| v | K|l
NO| paART NO. | Size [NOHIS
; 4 30.43 [16.79 | 24.87 10.46 19.02 0.51
M2000/24-19F] 09 | 31.19 [17.04 |25.12 10.97 19.53 1.02
38.76 [25.12 [33.20 10.46 27.25 0.89 | 051
2 |M2000/24-20F| 2 15
39.52 |25.37 |33.45 10.97 27.76 152 11,02
H 3 | m2000r2a01e] 3 2 52,65 38.84 |46.91 | 823 [12.17|10.57| 582 |41.02| 10.46 0.74
3 5342 |39.09 |47.17 | 848 |12.93|11.07| 6.05 |41.53|10.97 1.25
68.94 [55.30 |63.37 10.57 57.45 127 [0.74
4 |M2000/24-22F) 4 | 37 | 6970 |55.55 |63.63 11.07 57.96 178 [1.25
66.55 |52.65 |60.99 | 11.07 [14.99|10.57 55.07| 13.31 0.74
5 g 5 50
M2000/24-23F 67.31 |52.93 |61.24 | 11.33 |15.75 | 11.07 55.58| 13.82 1.25

For Straight PC Tail Type Connector (Receptacle)

- o
3.05+0.13 ¢ S
=]
(2 HOLES) \ o <
y =
N Wl i >
-
] 4.70£0.20
5.3420.20
(09 10 37 PIN)
DIMENSION TABLE (RECEPTACLE CONNECTOR) :—
‘STANDARD
SR | CONNECTOR SHELL ionemy W B « o e F e W o w | v
_______ _ NO. |  PART No. SIZE o or o]
o | wzoooyzs—rer| 4 v |04 [ 1621 [ 2487 19.02 0.51
3119 | 1648 [ 2512 19.53 1.02
S 38.76 | 2454 | 33.20 27.25 0.51
/ 15 3052 | 2479 | 3345 27.76 1.02
5 | weoooyzs2i| s 6 |5265] 3825 (4691 | 777 | 1247 | 1054 | 605 [41.02 1046 | 0g0 [ 074
w 53.42 3851 [ 4717 | 803 [1293 [ 1145 | 6.30 | 41.53 [1097 | 152 | 125
P | B8eesen [e37 57.45 0.74
69.70 | 54.97 | 63.63 57.96 125
s | wzooo/zs23| s s | 0055|5230 [6000 | 1062 [ 1400 55.07 | 13.31 0.74
67.31 | 52.55 | 61.24 | 1087 | 15.75 5558 | 13.82 1.25

CONNECTOR WITH BRASS BUSH

CLINCH_NUT

91.0£0.02
#1.0+£0.02

PLUG CONNECTOR
WITH_INTERFACIAL SEAL

3.7540.20

CONNECTOR
WITH _CLINCH NUT (4—4QUNC THREAD)




rdering Information For High Density Straight PC Tail Type Connector (Plug)

ORDERING INFORMATION PC TAIL TYPE (L=4.00MM) CONNECTORS CONNECTOR TYPE:

23 - RECEPTACLE CONNECTOR (PC TAIL TYPE)

@ M2000 / 24 — XX
& ML i 24 - PLUG CONNECTOR (PC TAIL TYPE)

F — XXXX

-I-_ CN - WITH CLINCH NUT (4-40UNC)

IF - WITH INTERFAACIAL SEAL

IFCN - WITH INTERFACIAL SEAL & CLINCH NUT
FS - FEMALE SCREWLOCK (JACKPOST)

L - LAUNCH VEHICLE OPTION

FINISH

F - CADMIUM YELLOW PASSIVATED
Z - ZINC YELLOW PASSIVATED

K - ZINC NICKEL BLACK FINISH

FINISH
T - NICKEL PTFE FINISH
SHELL SIZE (61, 62, 63, 64, 65) TI- TIN PLATED
CONNECTOR TYPE NOTE -
SERIES 1. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR

(NOT APPLICABLE FOR CONNECTOR WITH CLINCH NUT)

MANUFACTURER LOGO

For Straight PC Tail Type Connector (Plug)

I

< ‘G g
C 2 K
B 3.0540.13 L o
% (2 HOLES) ®
-~ 1 ) S N
?\9'#—9—@"@ \ =
f\A(LA# S a i 5 .
AN\ U AR ; | ’
'QWH'@ T~
L -
N I N ~— J
N 4.0040.20
5.34+0.20 (78 PIN)
(15 TO 62 PIN)
DIMENSION TABLE (PLUG CONNECTOR)
High
SR.| CONNECTOR]Shell 19 R T olelelelwl v |lx]| v
NO| pART NO. |Size N3®BFIB
4 ’ 15 30.43 | 16.79 | 24.87 10.46 19.02 24.87
M2000/24-61F 31.19 |17.04 [25.12 10.97 19.53 25.12
38.76 |25.12 | 33.20 10.46 27.25 0.89 [33.20
2 |M2000/24-62F| 2 26
39.52 |25.37 | 33.45 10.97 27.76 1.52 |33.45
52.65 |38.84 [46.91 | 823 (1217|1057 | 5.82 [41.02]10.46 46.91
3 |M2000/24-63F) 3 4 53.42 [39.09 |47.17 | 848 [12.93]| 11.07 | 6.05 |41.53] 10.97 47.17
68.94 |55.30 |63.37 10.57 57.45 1.27 63.37
4 |M2000i24-64F) 4 | 62 | 6970 |5555 |63.63 11.07 57.96 1.78 |63.63
66.55 | 52.68 |60.99 | 11.07 |14.99| 10.57 55.07| 13.31 60.99
5 |M2000/24-65F| 5 78 67.31 |52.93 | 61.24 | 11.33 [15.75] 11.07 55.58] 13.82 61.24
For Straight PC Tail Type Connector (Receptacle)
o
. 8 K
PIN 1 & =) —
K i
$#3.05:0.13 — I
(2 HOLES) -I— S
L I
N =
D Fanyl Y w b ==
\\ DT © —
L
N Y
4.0040.20
A 5.34£0.20 (78 PIN)
(15TO 62 PIN)
DIMENSION TABLE (RECEPTACLE CONNECTOR)
SR.| cONNECTORShell DH"’“_ A | B | T D | E|F | 6| H | Y| K| L
NO| pART NO. |Size NOHITH
|} I 30.43 [ 16.21 | 24.87 19.02 0.51
1 y 1
l,’@ Yore \k_ M2000/23-61F] 5 |31.19 |16.46 | 25.12 19.53 1.02
—PDOD 38.76 |24.54 |33.20 27.25 0.51
i \ 2 y 2 26 - - - - -
SRS\ M2000/23-62F 39.52 | 24.79 | 33.45 27.76 1.02
| T - 3 |M2000/23.63F| 3 14 52.65 |38.25 |46.91 | 7.77 [12.17|10.46 |8.05 |41 02(10.46 [0.89 |0.74
H 8 53.42 [38.51|47.17 | 8.03 [12.93| 11.15/6.30 |41.53(10.97 |1.52 |1.25
68.94 |34.71 | 63.37 57.45 0.74
4 |M2000i23-64F) 4 | 62 | 6970|5497 |6363 57.96 1.25
66.55 |52.30 |60.99 | 10.62 |14.99 55.07 13.31 0.74
5 |M2000/23-65F| 5 78 |6731 5255|6124 | 1087 |1575 55.58] 13.82 1.25
8
E $
INTERFACIAL ?" TS
SEAL 2 N
S
| ===
o =1 BRASS BUSH = B
g[ M ! ‘ ! 2 NOS. =

3.75+0.02

PLUG CONNECTOR
WITH INTERFACIAL SEAL

CONNECTOR
WITH CLINCH NUT (4 - 400UNC THREAD)
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CONNECTOR WITH BRASS BUSH




rdering Information For High Density Straight PC Tail Type Connector

ORDERING INFORMATION STRAIGHT PC TAIL TYPE CONNECTORS

@ M2000 / 24 — XX

F — XXXX

IF - WITH INTERFA

-I-—- CN - WITH CLINCH NUT (4-40UNC)

CIAL SEAL

IFCN - WITH INTERFACIAL SEAL & CLINCH NUT
FS - FEMALE SCREWLOCK (JACKPOST)

MS - MALE SCREWLOCK

L - LAUNCH VEHICLE OPTION

FINISH

SHELL SIZE (67, 68, 69, 70, 71)
CONNECTOR TYPE

SERIES

MANUFACTURER LOGO

CONNECTOR TYPE:

23 - RECEPTACLE CONNECTOR (PC TAIL TYPE)
24 - PLUG CONNECTOR (PC TAIL TYPE)

FINISH

F - CADMIUM YELLOW PASSIVATED
Z - ZINC YELLOW PASSIVATED

K- ZINC NICKEL BLACK FINISH

T - NICKEL PTFE FINISH

TI- TIN PLATED

NOTE :
1. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR
(NOT APPLICABLE FOR CONNECTOR WITH CLINCH NUT)

e
< ‘G’ E K
3.05+0.13 g
o 3.05+0.
PINT (2 HOLES) S
JL I
( T ) =X
 —————
No-d oo \l
{} %Q/ b o w 5 ——r—
) —r—rr—
K&r—a—e-&
. — Y P
W 564020
5344020 (78 PIN)
15 TO 62 PIN
DIMENSION TABLE (PLUG CONNECTOR)
SR.| CONNECTOR{Shell DHiqh_ Al || o|lEel|F| oWy x|l
NO| pART NO. |Size NOHITH
] \ ; 30.43 | 16.79 | 24.87 10.46 19.02 0.51
M2000/24-67F 15 | 31.19 [17.04 | 25.12 10.97 19.53 1.02
38.76 |25.12 |33.20 10.46 27.25 0.89 | 051
2 68F| 2 26
M2000/24-68F 39.52 | 25.37 | 33.45 10.97 27.76 152 11.02
52.65 |38.84 [46.91 | 823 [12.17 [10.57( 582 |41.02(10.46 0.74
3 |M2000/24-69F) 3 | 44 | 5545 (39,00 [47.17 | 848 |12.98|11.07| 6.95 |41.53| 10.97 1.25
68.94 |55.30 [63.37 10.57 57.45 127 [0.74
4 |M2000i24-70F) 4 | 62 | 6979 |5555 6363 11.07 57.96 1.78 |1.25
66.55 | 52.65 [60.99 | 11.07 [14.99|10.57 55.07| 13.31 0.74
5 |M2000/24-71F) 5 78 |67.31 |5203 |61.24 | 11.33 [15.75 | 11.07 55.58] 13.82 1.25
For Straight PC Tail Type Connector (Receptacle)
-
8
‘C PIN 1 %
3.050.13 5 &
(2 holes) Q
H
\h epooe)— (D1 o i 5
i
‘A . 1.56+0.20 (78 PIN)
534+020
15 TO 62 PIN.
DIMENSION TABLE (RECEPTACLE CONNECTOR)
SR.| cONNECTORShell DHiqh_ w | B | e o|E | " ||| v |K]|L
NO| pART NO. |Size [NOHITHH
N O 30.43 | 16.21 | 24.87 19.02 0.51
- 15 |31.19 |16.46 [25.12 19.53 1.02
38.76 | 24.54 | 33.20 27.25 0.51
2 _68F| 2 26
M2000/23-68F 39.52 | 24.79 |33.45 27.76 1.02
52.65 |38.25 [46.91 | 7.77 [12.17|10.46 |8.05 |41 02(10.46 [0.89 |0.74
3 [M2000/23-69F) 3 | 44 | 555 |51 [47.47 | 803 [12.98[11.15]6.30 |41.53| 10.07 | 152 |1.25
68.94 |34.71 [63.37 57.45 0.74
4 |M2000i23-70F) 4 | 62 | 6979|5497 |6363 57.96 1.25
66.55 |52.30 [60.99 | 10.62 [14.99 55.07| 13.31 0.74
5 |M2000/23-71F) 5 78 |67.31 | 5255 | 61.24 | 1087 |15.75 55.58] 13.82 1.25
g e
g CLINCHNUT ¥
[ \ INTERFACIAL E [4-400UNC) 2
SEAL & N
= >
J T—1_BRASS BUSH | N —
S it 2NOS. —

CONNECTOR WITH BRASS BUSH

PLUG CONNECTOR
WITH INTERFACIAL SEAL

3.75+0.02

CONNECTOR
WITH CLINCH NUT (4 - 400UNC THREAD)
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rdering information For Standard D-Sub Connector Right Angle PC Tail Contact (Plug)

Series: M2000
@ MZ_OQO/ XX XX X L Connector Type : 24 - Right angle Plug Connector with

T PC Tail Contact
) ) 23 - Right angle Receptacle Connector
Special Option with PC Tail Contact

(Nil for standard
version) Shell Size :  31-9Pin with right angle PC Tail contact with 3.96 mm PC Tail length
Finish from Mounting Bracket
32 - 15 Pin with right angle PC Tail contact with 3.96 mm PC Tail length
. from Mounting Bracket
Shell Size 33 - 25 Pin with right angle PC Tail contact with 3.96 mm PC Tail length
from Mounting Bracket
Connector Type 34 - 37 Pin with right angle PC Tail contact with 3.96 mm PC Tail length
from Mounting Bracket
Series 35 - 50 Pin with right angle PC Tail contact with 3.96 mm PC Tail length
from Mounting Bracket
Manufacturers Logo Finish:  F - Cadmium plate with yellow passivation
Z - Zinc Plated, T - Nickel PTFE Finish
TI - Tin Plated
K - Zinc Nickel Black Finish

Special Option:  L- Launch vehicle application

Plug Connector With Pin Contact, Right Angle PC Tail Contact

1.78 MAX.

~| 2 3.05£0.13

='_L§
f

m

4 i

L]
okl

N

gRne N
AT

N
D
i

far)

STD-THROUGH HOLE.
i - xl 1.24 MAX.
N
©0.76£0.02 £
(0970 37 PIN) {50 PIN)
a "” DIMENSIONS
Sr. CONNECTOR |SHELL| A B c D E G H J K M N P s X
NO. NO. SIZE | +0.38 | #0.13 | £0.13| £0.38 | £0.38 | £0.25 [+0.25 |+0.25 £0.25 | £0.25 |£0.10 | 2025 |[0.20
1 @®M2000/24-31F | 9 | 3081 | 16.92 | 24.99 19.28
|/ 6.04/5.82| 0.76 | 10.72
2 @®M2000/24-32F | 15 | 39.14 | 25.25 | 33.33 27.51
s 836 | 12,55/ 10.03|12.29
3 @®M2000/24-33F | 25 | 53.04 | 38.96 | 47.04 7.19 284 | 2959 | 3.96
4 @®M2000/24-34F | 37 | 69.32 | 55.42 | 63.50 5.99/5.68| 0.99 | 10.82 57.71
5 @®M2000/24-35F | 50 | 66.93 | 52.81 | 61.11 | 11.20 | 15.37| 12.88|15.09 55.32
H G
G 10.03
J
M J 1.78 MAX.
e —
1 ©3.05:0.13
A
w \N a |
T+ F | STD-THROUGH HOLE.
“H K “ XI 1.24 MAX.
.
0.76£0.02 N
P
(09 TO 37 PIN) _(50PIN)_
4 N
DIMENSIONS
Sr. CONNECTOR | SHELL| A B c D E G H J K M N P S X
NO. NO. SIZE |0.38 | £0.13 | +0.13 | £0.38|£0.38 | £0.25 | 0.25 [ +0.25 £0.25 | $0.25( £0.10 | $0.25 |£0.20
\ J 1 @®M2000/23-31F | 9 [ 30.81 [ 16.33 | 24.99 19.28
0.76
2 @®M2000/23-32F | 15 | 39.14 | 24.66 | 33.33 27.51
7.90 |12.55 | 10.03 | 12.29
3 @®M2000/23-33F | 25 |53.04 | 38.38 | 47.04 7.19 6.3016.04] 10.90| 2.84 | 2959 | 3.96
4 @®M2000/23-34F | 37 | 69.32 | 54.84 | 63.50 0.99 57.71
5 @®M2000/23-35F | 50 | 66.93 | 52.43 | 61.11 |10.74[15.37 | 12.88 |15.09 55.32




rdering Information For Standard D-Sub Connector (Right Angle PC Tail Contact With Extra PC Tail Length)

® M2000 XX XX X X

Special option

(Nil for standard version)

Plating Finish
Shell Size

Connector Type

Series

Manufacturers Logo

Series: M2000

Connector Type : 24- Right angle type Plug Connectors with
PC Tail length
23- Right angle Receptacle Connector with
PC Tail Contact

Shell Size :

Finish :

Special Option :

49 - 9PinRight angle PC Tail contact with 4.78mm PC Tail length

from Mounting Bracket

50 - 15PinRight angle PC Tail contact with 4.78mm PC Tail length

from Mounting Bracket

51 - 25PinRight angle PC Tail contact with 4.78mm PC Tail length

from Mounting Bracket

52 - 37PinRight angle PC Tail contact with 4.78mm PC Tail length

from Mounting Bracket

53 - 50PinRight angle PC Tail contact with 4.78mm PC Tail length

from Mounting Bracket

F - Cadmium plate with yellow passivation
Z-Zinc Plated, T - Nickel PTFE Finish,

Tl - Tin Plated

K - Zinc Nickel Black Finish

L- Launch vehicle application

Plug Connector With Pin Contact, Right Angle PC Tail contact

A H G
c G 10.03
B J
M J 1.78 MAX.
= ——
4 Il
a A\ ©3.05£0.13
J e Ry .
AN = IN -
S F | STD-THROUGH HOLE.
““II l” I « “ I; 1.24 MAX.
2 0.76:0.02 N —
P
(09 TO 37 PIN) (50 PIN)
DIMENSIONS
Sr. CONNECTOR ~ [SHELL| A B c D E G H J K M N P s X1
NO. NO. SIZE | +0.38|+0.13 | +0.13 [£0.38 | £0.38 | 0.25 [ £0.25 | +0.25 +0.25| £0.25 | 0.10 | +0.25 | £0.20
1 | @M2000/24-49F 9 | 30.81]|16.92 | 24.99 19.28
6.04\5.82| 0.76 | 10.72
2 | @®M200/24-50F 15 | 39.14 (2525 | 33.33 27.51
8.36 |12.55 | 10.03 | 12.29
3 | ®M2000/24-51F 25 | 53.04(38.96 | 47.04 7.19 284 | 2059 | 4.78
4 | ®M2000/24-52F 37 | 69.32(55.42 | 63.50 5.99\5.68| 0.99 | 10.82 57.71
5 | @®M2000/24-53F 50 | 66.93(52.81 | 61.11 [11.20 [15.37 | 12.88 | 15.09 55.32

H G
G 10.03
J
M J 1.78 MAX.
l— —
3.05:0.13
w [=]
| STD-THROUGH HOLE
K “ I; 1.24 MAX.
N
p
(09 TO 37 PIN) (50 PIN)
DIMENSIONS
Sr. CONNECTOR |SHELL| A B c D E G H J K M N P S X1
NO. NO. SIZE |:0.38 | £0.13 [ £0.13 | £0.38 | £0.38 | £0.25 | +0.25 [+0.25 +0.25 [£0.25 [£0.10 | +0.25 [£0.20
1| ®m2000/23-49F| 9 [30.8116.33 | 24.99 19.28
076
2 | ®M2000/23-50F | 15 |39.14 | 24.66 | 33.33 27.51
7.90 | 1255 [ 10.03 | 12.29
3 | ®M200023-51F | 25 |[53.04 |38.38 | 47.04 7.19 | 6.3016.04 10.90 | 2.84 | 29.59 | 4.78
4 | ®M2000/23-52F | 37 |69.32 | 54.84 | 63.50 0.99 57.71
5 | @M2000/23-53F | 50 |[66.93 |52.43 |61.11 | 10.74 | 15.37 [ 12.88 | 15.09 55.32




rdering Information Right Angle PC Tail Type Connector (Plug)

ORDERING INFORMATION R/A PC TAIL CONNECTORS CONNECTOR TYPE:

23 - RECEPTACLE CONNECTOR (PC TAIL TYPE)

@® M2000 / 24 — XX F — XXXX
< el - 24 - PLUG CONNECTOR (PC TAIL TYPE)

FINISH
CN - WITH CLINGH NUT (4-40UNC)
FS - FEMALE SCREWLOCK (JACKPOST) F - CADMIUM YELLOW PASSIVATED

L - LAUNCH VEHICLE OPTION Z - ZINC YELLOW PASSIVATED
K - ZINC NICKEL BLACK FINISH

FINISH T - NICKEL PTFE FINISH

TI - TIN PLATED
SHELL SIZE (73, 74, 75, 76)
CONNECTOR TYPE
NOTE :
SERIES 1. BRASS BUSH (SPACER) WILL BE SUPPLIED LOOSE WITH THIS CONNECTOR
MANUFACTURER LOGO (NOT APPLICABLE FOR CONNECTOR WITH CLINCH NUT)

®CONN. NO. & BATCH CODE

BIN1 s MARKED ON FRONT SHELL 0515002
N :
o S ’
| ot | g
N\ olbboo | \F Ii
i i [ INEN DD \‘\
I 1F I I \
| | ) 4 M Cebdad )4/
H I i 5.53 f_
c MAX | o8 - e
A 1143 (@PLs) R
17.50

DIMENSION TABLE (PLUG CONNECTOR)

CONN.NO. | SHELL|{NO/OF| A B c D E H J K S K
i ) size | pINS | %0.38 [#0.13 | 20.13 | +0.38 | £+0.38 [+0.25 | +0.25 +0.25 [ +0.20
M2000/24-73F 1 15 30.81 | 16.92 [24.99 19.28
10.72 | 0.76 | 6.04\5.82
M2000/24-74F 2 26 [39.14 | 25.25 33.33 27.51
8.36 | 12.55 3.96
M2000/24-75F 3 44 [53.04 [38.96 |47.04 41.30
M2000/24-76F 4 62 69.32 | 55.42 |63.50 10.82 | 0.99 | 5.99\5.68 | 57.71

For Right Angle PC Tail Type Connector (Receptacle)

A CONN. NO. & BATCH CODE H 0.51+0.02
MARKED ON FRONT SHELL L—BRACKET

3.05+0.05
=

D

| RSO\
| W

— ‘ 7//= _________
. x
S

5.53
(] MAX. 1.98

A 1143

17.50

DIMENSION TABLE (RECEPTACLE CONNECTOR)

SHELL|NO/OF| A B c D E H J K S X
CONN.NO. |72l oins | £0.38 | £0.13 | 20.13 | £0.38 | £0.38 |0.25 | £0.25 £0.25 | £0.20
M2000/23-73F 1 15 |30.81 [16.33 [24.99 19.28
0.76
M2000/23-74F 2 26 [39.14 | 24.66 |33.33 27.51
7.90 | 12.55]10.90 6.04\6.30 3.96
M2000/23-75F 3 44 | 53.04 |38.38 |47.04 41.30
M2000/23-76F 4 62 69.32 | 54.84 [63.50 10.82 | 0.99 57.71
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rdering Information Right Angle PC Tail Type Connector

ORDERING INFORMATION R/A PC TAIL CONNECTORS CONNECTOR TYPE:
® M2000 / 24 — XX F — XXXX 23 - RECEPTACLE CONNECTOR (PC TAIL TYPE)
T 7 7 24 -PLUG CONNECTOR (PC TAIL TYPE)
CN - WITH GLINCH NUT (4-40UNC) FINISH
FS - FEMALE SCREWLOCK (JACKPOST) F - CADMIUM YELLOW PASSIVATED
L - LAUNCH VEHICLE OPTION Z - ZINC YELLOW PASSIVATED
K - ZINC NICKEL BLACK FINISH
FINISH T - NICKEL PTFE FINISH
TI-TIN PLATED
SHELL SIZE (77)
CONNECTOR TYPE
SERIES

MANUFACTURER LOGO

For Right Angle PC Tail Type Connector (Plug)

C G
B L
w 553 MAX.
[=)
(%]
/ %) L-BRACKET
B £
A ned et tttttttttttteson [(AY 8
QI s+ FFFFFFFFFF T TS5 4] (P g
ROV ATELFLFRILF RPN g
; ; E

ROW 4, $051+0.02

11.43 2.08 (3PL'S)
. 20.50
- 1]
] B Tl o B
1T TR %f—F_t-F -F_tT R RR\4¥
POOD++++++H+++++00
. ]
a DIMENSION TABLE (PLUG CONNECTOR)
SR parT O, 0. O SHELL A B C D E F G | H J L X
NO, pins | sizE +0.20
M2000/24-77F MAX 6731 | 52.55 [61.24 |10.87 | 1575 [11.15 | 630 | 5558 | 1380 | 124 | ;o0
1 78 5 |[MIN[66.55 | 52.30 |60.99 [10.62 | 14.99 [10.64 | 6.05 |55.07 [13.31 | 0.74 :

5.53 MAX.

L-BRACKET

= emmerox
e e e e e B
T8

\ %
E

3.00

MARKING ON THIS SIDE

B0.51:0.02
2.08 (3PL'S)

20.50

NV B W52
.:ﬁ"""eﬁ\/%'
;_’:_L‘—‘_L"'J_‘ILT‘_L & ‘QL)’ DIMENSION TABLE (RECEPTACLE CONNECTOR)

) SR parTrO. No. oF SHELL A B c D E F G [H J L 3(20
NO | PINS | SIZE 0
M2000/23-77F MAX 67.31 | 52.55 |61.04 [10.87 | 1575 [11.15 | 6.30 | 5558 [13.82 | 124 | 440
H 1 78 5 |MIN[66.55 | 52.30 [60.99 [10.62 | 14.99 |10.64 | 6.05 [55.07 |13.31 | 0.74
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rdering Information For Saver Type Connector

ORDERING INFORMATION FOR SAVER CONNECTORS

@ M2000 / CS— HD XX- X PS

L

PLUG TO SOCKET

NONE- CADMIUM YELLOW PASSIVATED
Z - ZINC YELLOW PASSIVATED

NO. OF PINS

STD. 9, 15, 25, 37, 50
HD - 15, 26, 44,62, 78

NONE - STANDARD DENSITY

HD - HIGH D

SERIES

4-400UNC-28
THREAD

RECEPTACLE FRONT FACE
RECEPTACLE FRONT FACE

ENSITY

SAVER CONNECTOR

PIN 1

MARK A CONN. P/NO. AS PER
BILL OF MATERIAL

6.17+0.13

MANUFACTURER LOGO

22.0 MAX.

4-40UNC-24

THREAD

597015

[ —;—

) HEXSCREW
|  2NOS.
:

=

4-400UNC-28

DIMENSION TABLE (STANDARD DENSITY)

PIN 1

PLUG FRONT FACE
‘A1’

Sooseodmesesone

\o&eoo—o—g&o&oo]

/i

50 PIN (3 ROWS)

SR. CONNECTOR | SHELUNO.OF | ‘A’ ‘B’ ‘A1 ‘B1 ‘c D ‘F
NO. PART NO. SIZE| PINS |%0.13 |+0.13 |#0.13 [+0.13 | #0.13 [+0.38 | 0.38
1 M2000/CS-9PS 1 15 16.92 16.33 24.99 | 30.81
2 | M2000/CS-15PS 2 26 |25.25 24.66 33.32 |39.14 1255
3 | M2000/CS-25PS 3 44 |38.96 | 8.36 |38.38 47.04 |53.04
4 M2000/CS-37PS 4 62 55.42 54.84 63.50 |69.32
5 | M2000/CS-37PS 5 78 |52.81 | 11,20 | 52.43 61.11 | 66.93

HD Saver Connector

A1

RECEPTACLE FRONT FACE

THREAD

MARK A CONN. P/NO. AS PER
BILL OF MATERIAL

v

\

=

.

o]

g

22.0 MAX.

6.170.13 |

4-40UNC-2A
THREAD

5.9740.15

HEXSCREW

2NOS.

PLUG FRONT FACE

PIN 1 e

10 N\
@ [ttt Bt sttty ) @ .
7*7*7474:'*7 Y, T g4 Y+Y*Y¢Y¢Y =

i J

78 PIN (4 ROWS)
DIMENSION TABLE (HIGH DENSITY)

SR. CONNECTOR | SHELLNO. OF | ‘A’ ‘B’ Ar | BI| C | D F

NO. PART NO. SIZE| PINS [+0.13 |+0.13 |+0.13 [+0.13 [*0.13 [+0.38 | +0.38
1 M2000/CSHD-15PS 1 15 16.92 16.33 24.99 | 30.81

2 | M2000/CSHD-26PS | 2 26 [25.25 2466 | 7.90 |33.32 |39.14 1255
3 | M2000/CSHD-44PS | 3 44 |38.96 | 836 (3838 47.04 | 53.04

4 M2000/CSHD-62PS 4 62 55.42 54.84 63.50 | 69.32

5 M2000/CSHD-78PS 5 78 52.81 | 11,20 | 52.43 | 10.74 | 61.11 | 66.93 | 15.37
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train Relief Backshell

D-SUB STRAIN RELIEF BACKSHELL (09 TO 50 PIN)
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SCREW (4—40UNC-2B)

DIMENSION TABLE :

SR. | PART NO. FOR PART NO. FOR [ sTD. [ HIgH SHELL] <ar N N N o o N o o
NO. | CADMIUM YELLOW ELE. NICKEL DENSTY _|'57e A B C D E F G H L
PASSIVATION FINISH No. OF PIN'S +0.78
1 |M85049/48-2—1F | M85049,/48—2—1N | 09 15 1 31.06 | 13.08 [ 25.12 10.31 17.17 3.56 26.95 | 9.12 9.53
30.30 | 12.32 | 24.87 16.41 2.79 25.43 | 8.36
2 [M85049/48-2-2F | M85049/48—-2—2N| 15 26 2 39.26 | 13.08 | 33.45 10.31 25.37 356 26.95 1 9.12 9.53
38.51 | 12.32 | 33.20 24.61 2.79 25.43 | 8.36
3 [M85049/48-2-3F | M85049/48—-2—3N| 25 44 3 53.16 | 13.08 | 47.17 15.06 38.86 513 27.74 1 9.12 9.53
5240 12.32 | 46.91 38.10 4.37 26.21 | 8.36
4 |M85049/48-2-4F | M85049/48—2—4N| 37 62 4 69.421 13.08 | 63.63 18.24 55.52 6.73 27.74 | 9.12 12.70
68.66 | 12.32 | 63.37 54.76 5.97 26.21 | 8.36
5 [M85049/48-2-5F | M85049/48—2—5N| 50 78 5 67.06 | 15.85 | 61.24 20.62 53.54 8.31 27.74 1 11.51 15.88
66.29 | 15.09 | 60.99 52.78 7.54 26.21 [ 10.74
Technical Data :
1. Materials :
a) Shell & Clamp : Mild Steel
b) Hardware : Stainless Steel
2. Finish
a) Shell & Clamp : F - Cadmium Yellow Passivation

: N- Electroless Nickel Finish

: F - Cadmium Yellow Passivation

b) Hardware L
. N - SS Passivation

3. Salt Spray Test : 48 Hours

4. Recommended Torque : 0.35-0.45 N-m (3.50-4.50 Inch Pound)
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emale Screw Lock Assembly

3 =
o o
4—40UNC—2B pad Bl 4.78+0.38
THREAD o] I ACROSS FLAT
> R
2.7840.06 T &/
FLAT WASHER __ ! ' ~
LOCKWASHER % )
<
"
NUT | |
J

4—40UNC—-2A
THREAD
Ordering Information: Dimension Table :
Sr. MIL Part No.
M2000 / 26 -1 !: No. +£038
Series No 1. M2000/26-IF 7.92
Male Lock Screw 2. M2000/26-2F 15.88
Dash No.
Finish :
Finish
F- Cadmium Yellow Passivation
Z- Zinc Yellow Passivation
TI - Tin Plating
No. Suffix - Nickel Plating
Notes:

1. All Dimensions in MM

2. When A Connector Using The Alternate Method Of Securing The Shell Is Front Mounted, One Flat Washer
Shall Be Used As A Spacer Between The Mounted Surface & The Connector

Technical Data :

1. Corrosive Atmosphere 148 Hrs. 5% Salt Solution At 35° + 2°C

(Salt Spray) And 95% To 98% Relative Humidity

2. Material & Finish : Cold Rolled Steel With Cadmium Yellow
Passivation




ale Screw Lock Assembly

MALE SCREW LOCK ASSEMBLY (09 TO 50 PIN)

SPRING TENSION TO CLIP
Il & HOLD ON 0.76MM
THRU 1.78MM_PANELS

o 7 2
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L L L
o)
N
o
ﬁ 4—40UNC—2A
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© |
M
S
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Ordering Information: Dimension Table :
M2000 / 25 - 10 F Sr. MIL Part No. Shell Size ‘A ‘B’
_ No +0.38 +0.25
Series No.<—-[ 1. M2000/25-9F 1To4 1410 | 7.14
Male Lock Screw. 2. M2000/25-10F 5 16.66 | 7.14
Dash No.
9-1To 4 Shell Size Finish :
10 - 5 Shell Size
F- Cadmium Yellow Passivation
Finish Z- Zinc Yellow Passivation
TI - Tin Plating
No. Suffix - Nickel Plating
Notes :

1. All Dimensions In MM
2. Screw Shall Be Captive In The Clip After Assembly By The End User And Corrosion Resistant Steel Screw
Shall Be Used With Corrosion Resistant Steel Clip & Cold Rolled Screws Shall Be Used With Sheet Steel Clip




ust Cover

PLASTIC DUSTCAP FOR RECEPTACLE CONNECTOR
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SECTION A—A

Dimension Table (Receptacle)

SHELL|NO.OF PIN PART NO A ‘B’ D = =
SIZE [STD |HDD : £0.30 | +0.30 | +0.20 | +0.20 | +0.20

1 09 | 15 | M2000-109125 | 18.50 | 11.80 | 16.20 | 5.00 7.65

15 | 26 | M2000-109126 | 27.00 | 11.80 | 24.60 | 5.00 7.65

2
3 25 | 44 | M2000-109127 | 40.90 | 11.80 | 38.30 | 5.00 7.65
4 37 | 62 | M2000-109128 | 57.30 | 11.80 | 54.70 | 5.00 7.65

5 50 | 78 | M2000-109129 | 55.20 | 14.50 | 52.40 | 5.00 10.50

MATERIAL : UL APPROVED POLYPROPYLENE (RED COLOR)

Plastic Dust Cap Receptacle

PLASTIC DUSTCAP FOR PLUG CONNECTOR
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SECTION A-A
/I _—mm
Dimension Table (Plug)
- SHELL|NO.OF PIN PART NO A || o e F
P INDICATES SIZE ['STD [ HDD ’ +0.30 | +0.30 | +0.20 | +0.20 | +0.20
PLUG CAPS 1 09 | 15 | M2000-109118 | 20.30 | 13.0 17.70 | 4.50 8.98

15 | 26 | M2000—-109119 | 28.10 | 13.0 26.00 | 4.50 8.98

25 | 44 | M2000—-109120 | 42.00 | 13.0 40.00 | 4.50 8.98

50 | 78 | M2000-109122 | 56.0 15.90 | 54.00 | 4.50 12.10

2
3
4 37 | 62 | M2000—109121 59.00 | 13.0 56.70 | 4.50 8.98
5

MATERIAL : UL APPROVED POLYPROPYLENE (BLACK COLOR)
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askets For D-Sub Connectors

THESE GASKETS ARE SUITABLE FOR MIL-DTL-24308 CONNECTORS

‘A’
¢ R1.80
- N
- Pl d
— -t - + = Dl
$3.50 j
N \/
100 \M 1.0£0.10
DIMENSION TABLE :
No- OF PlNS t A0 t—? t A2 t? t—?
SR PART NO. SHELL A B C D E
NO. SIZE | STD | HDD | £0.13 | £0.13 | +0.13 | £0.13 | +0.13
1 | M2000/1-SG 1 09 15 30.70 | 19.00 | 24.99
2 | M2000/2-SG 2 15 26 39.00 | 27.00 | 33.32
10.0 12.40
3 | M2000/3-SG 3 25 44 52.90 | 41.00 | 47.04
4 | M2000/4—SG 4 37 62 69.20 | 57.00 | 63.50
5 | M2000/5-SG 5 50 78 66.80 | 55.00 | 61.11 | 13.00 | 15.25

Ordering Information:

M2000 / 1 - SG A

Series No.<—I

Shell Size

Sealing Gasket

Shielding Range

A: > 80dB

B: > 70dB

Technical Data

Material : Fluorosilicone
Temperature - 95°C To 160°C
Hardness

For A Type : 65210

For B Type 1757

Note : For Availability Of This Product Please Contact Factory
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Notice: All information including illustrations given herein is believed to be accurate at the time of printing. In lieu
of design advances Amphenol reserves the right to change specifications without notice. This Publication D-Sub 03 Rev 08-19
Series Connectors supercedes all existing Amphenol literature on D-Sub Series Connectors.
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Sales & Product Support

Amphenol PCD

72 Cherry Hill Drive
Beverly, MA 01915 USA
Tel: +1-978-624-3400
Fax: +1-978-927-1513
info@amphenolpcd.com
www.amphenolpcd.com
www.backshellworld.com

France

Amphenol Socapex S.A.S.
948,Promenade de I'Arve
Bp29, Thyez Cedex
74311, France

Tel: +33-4-5089-2800
Fax: +33-4-5096-1941

NORTH AMERICA

Amphenol Aerospace Operations
40-60, Delaware Avenue

Sidney, NY 13838-1395

Tel: +1-607-563-5011

Fax: +1-607-563-5357

Amphenol Canada
Meford Drive
Scarborough,

ON MIB 2X6
Tel: +416-291-4401

Fax: +416-292-0647

Amphenol Fiber Systems International
1300 Central Expressway North

Suite 100 Allen,Texas 75013, USA
Tel: +1-214-547-2400

Fax: +1-214-547-9344

EUROPE

United Kingdom Germany

Amphenol Limited
Thanet Way, Whitstable
Kent CT5 3JF, England
Tel: +44-1227-773-200

Saarlouis

Amphenol-Air LB GmbH
Am Kleinbahnhof 4

D-66740, Germany

Italy

Amphenol Military &
Aerospace Operations—
European Sales Operations
Via Barbaiana 5

20020 Lainate

Center & East Europe
Amphenol Austria
Wiener Gasse 68
2380 Perchtoldsdorf
Tel: +43-699-10396071

Fax: 44-1227-276-571

Tel: 49-6831-9810-00
Fax: 49-6831-9810-30

Milano,
Italy+39 02 932 541

Fax: +43 699 40396071

Amphenol Air-LB
Immeuble Le Doublon
11, Avenue Dobonnet
Courbevoice-Cedex
92407, France

Ph: +33-1-4905-3000
Fax: +33-1-4905-3043

Spain

Amphenol Iberica
Edificio Burgosol Oficina
N 55 C/Comunidad de
Madrid 35 bis -

Las Rozas (Madrid)

Tel: +34-91-6407302

Holland

Zadelmaker 121

+34-91-6407306
Fax:+34-91-6407307

India

Amphenol Interconnect India Pvt. Ltd.

105 Bhosari Industrial Area
Pune-411026, India

Tel: +9120-6736-0373
Fax:+9120-2712-9158

Amphenol Interconnect India Pvt. Ltd.

61 Electronics City
Bangalore-560 100, India
Ph: +9180-2852-3838
Fax: +9180-2852-0418

Australia

Amphenol Australia Pty Ltd
2 Fiveways Boulevard
Keysborough

VIC 3173

Ph: +61-3-8796-8888

Fax: +61-3-8796-8801

Israel

Amphenol Bar-Tec Ltd.
www.bar-tec.com

3 Hagavish st

POB 2479 Kfar-Saba 44641
Israel+972-9-7644100

ASIA

Japan

Amphenol Japan
471-1, Deba, Ritto City
Shiga 520-3041, Japan
Tel: +81-77-553-8501
Fax: +81-77-551-2200

Korea

Amphenol Daeshin Electronics

Amphenol Benelux

NL-2401 PD Alphen
aan den Rijn Holland
Tel:+31-172-444903
Fax:+31-172 240254

Sweden
Amphenol

Industrial and Military &

Aerospace
Nordic & Baltic
Military Phone/

Mobile+46702129200

Industrial +46 767909560

Singapore

Amphenol East Asia Ltd.
72 Bendemeer Road

# 03-33 Luzerne
Singapore 339 941

Tel: 65-6294-2128

Fax: 65-6294-3522

558 SoSa, SongNae, Bucheon-City

Kyunggi-Do, Korea 420-130
Tel: +82-32-610-3800
Fax: +92-32-673-2507

ROW

Africa

Amphenol South Africa

30 Impala Road

2196 Sandton-Chistlehurston
South Africa

Tel: +27-11-783-9517

Fax: +27-11-783-9519

Turkey

Amphenol Turkey & Middle East
Sun Plaza Kat:19

Maslak Mah. Bilim Sok.No:5
34398 Sisli - Istanbul

Tel: +90-212-335-2501

Fax: +90-212-335-2500

Russia

Amphenol Russia

8-2 Yaroslavskaja Str
129164 Moscow, Russia
Tel: +7-495-937-6341
Fax: +7-495-937-6319

Brazil

Amphenol do Brasil Ltda
Rua Diogo Moreira 132
CEP 05423-010

Sao Paulo-SP, Brazil
Tel: +55-11-3815-1003

China
Amphenol PCD Shenzhen

3/F Building, A4 Songbai
Industrial Park

East Road of Minghuan
Gongming Town, Baon District
Shenchen, China

Tel: +86-755-8173-8000

Fax: +86-755-8173-8180

Argentina

Amphenol Argentina
Avenida Callao 930

2nd Floor, Office B Plaza
C1023AAP Buenos Aires
Argentina

Tel: 54-11-4815-6886
Fax: 54-11-4814-5779
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