
 
 
 
 
 
 
 
 

 
 

 
 
 
 

 
 
The picture above is for reference only.  
Please refer to the table in the drawing below for other colors. 

 

Package Contain: 
1x Nut  
1x Locking Washer 
1x Splash Proof O-Ring 
 

Specifications: 
Switch type: Pushbutton  
Poles/throws: SPST 
Switch functions: off-mom 
 
Max. Current/voltage rating with resistive load:  
400ma 32vac - 200 ma 50vdc - 125 ma 125vac.  
Initial contact resistance: 50mΩmax. 
Insulation resistance: 1GΩmin.at 500VDC. 
Dielectric strength: 1,500 VAC rms. 
Electrical life at full load: 500,000 cycles. 
Operating temperature: -30°C to 85°C. 
Panel thickness: 1.5 mm (.059) min. -4 mm (.157) max. 
Total travel: 1.5 mm(.059) 

  

Datasheet 
RS PRO Sub-Miniature Pushbutton Switches 
Stock number: 175-8595, 175-8608 
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Operating force: 3N~6N 
Contact bounce: 10 ms. 
Mechanical life: 1,000,000 cycles. 
Torque : 0.5 Nm max. applied to nut 
Degree of protection: IP68  
Manual soldering:    
Use soldering iron of 30 watts, controlled at 350°C approximately 5 seconds 
while applying solder. 
Wave soldering:    
Recommended soldering temperature: 260 ± 5°C 
※Ambient temperature of the soldered surface of  PCB.110°C max.   
Duration of solder immersion: max 5 sec. (PCB is 1.6mm in thickness). 
 
 
RS Part no. 
 
175-8595 
175-9540 

SP Off-Mom. / High, Bright (Non LED) /  
Black Cap Color 

175-8608 
175-9590 

SP Off-Mom. / High, Bright (Non LED) / 
Red Cap Color 
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