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12V DC
20.3 MAX.
NOTES:
1. Lamp has integrated 1N4148 diode for reverse voltage
protection.
7 Y 2. L.ar_n_p has integrated 450 ohm resistor for current
- ¥ limiting.
ABSOLUTE MAXIMUM RATINGS
(TA =25°C)
DESCRIPTION MAX. | UNIT
Continuous Forward Current 25 mA
- 5.1 MAX. . o o
Operating Temperature Range | -30°C to +85°C
Storage Temperature Range -40° to +100°C

ELECTRONICS AND OPTICAL CHARACTERISTICS

(TA =25°C)
LUMENS| mcd DOMINANT VIEWING
JKL PART # COLOR VOLTS| @ 20mA | @ 20mA | WAVELENGTH (nm)| ANGLE
LE-0504-01R RED 13.2 0.65 340 626.5 95°
LE-0504-01Y YELLOW 13.2 1.0 400 595.2 95°
LE-0504-01G GREEN 13.2 1.6 1350 525.3 95°
LE-0504-01B BLUE 13.2 0.4 290 473.2 95°
LE-0504-01W WHITE 13.2 1.5 900 x=0.28 y=0.28 95°
LE-0504-01UV |ULTRA VIOLET| 13.2 0.7 170 405 95°
METRIC [DMENSIONS ARE

IN MILLIMETERS

TOLERANCE UNLESS
OTHERWISE SPECIFIED

1PL+/- 0.2

THIRD ANGLE 0.20

2 PL +/-

|
ML COMPONENTS CORPORATION

TITLE

T-1 3/4 WEDGE BASE 12 VOLT LED

NOTE 2 CHNG. 57 OHMS TO 450 OHMS

9/14/06

ENGR RELEASED & CANCEL PL-0504-01-1 TO -06

7/3/06

REV.
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