mAST QUALITY SINCE 1919
®

LIGHTS « KNIVES « MULTI-TOOLS

@©) POLYSTEEL 400R 490 Lumens | 201 m Beam

IPX8 WATERPROOF | Lilon or 4 x AAA

FOCUS
FLOOD L SMOT

High | Medium | Low
Twist Focus

FLEX CHARGE DUAL POWER
with POWER OUT

Length: 5.75"114.6 cm
weigt 64021181 o8 By [R4
Poly-nylon over stainless " rerproof. Crush Proof - Drop Proof

steel core ANSI FL1 (Rec)  High Medium  Low
1 x Li lon battery pack Lumens 380 135 40
. Beam Distance  20dm 128m G6m
4 x AAA batteries Runtime th30min  5h15min  26h
AC+DC with USB adapters
ANSI FL1 {Alk)  High Medium Low
Clam: 21733 Lumens 400 190 55
Box: - Beam Distance  202m 138m 76m
Runtime ah Gh 30min 27h




