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Part Number No. Cores x Cross | Outer Diameter (mm) Weight Kg,/Km
Sectional Area (mm?)

8274234 ¥Y 2x0.9 4.8 35
8274252 Yy 3G0.5 5.1 42
B274268 YY 4G0.5 5.7 54
8274274 YY 5G0.5 6.2 63
8274293 Y¥Y 7G0.5 6.7 81
8274300 YY 12G0.5 8.9 131
8274307 Y¥Y 18G0.5 10.5 188
8274319 ¥Y 25G0.5 12.4 261
8274243 YY 2G0.75 5.4 45
8274278 Yy 5G0.75 6.7 79
8274296 YY 7G0.75 7.3 101
8274313 YY 25G0.75 13.8 337
8274246 Y 2x1.0 5.7 23
8274287 ¥Y 5G1.0 7.1 24
8274290 ¥Y7G1.0 8.0 126
8274303 Y¥Y 12G1.0 10.5 205
8274316 Y¥Y 18G1.0 12.7 320
8274322 Y¥Y 25G1.0 14.7 408
8274240 YY 2x1.5 6.3 68
8274325 YY 25G1.5 16.9 560
8274259 YY 2x2.5 7.5 101
8274329 YY 25G2.5 20.8 890
8274256 YY 3G4.0 9.9 201
B274262 YY 4G4.0 10.8 249
8274280 Y 5G4.0 12.1 294
8274265 YY 3G6.0 11.7 289
8274271 Y'Y 4G6.0 13.0 365
8274284 Y 5G6.0 14.5 447
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