@ BOX ENCLOSURES, INC
' c8915 N, Herky Drive Unit, 107,
LAKE BLUFF, L 60044

ENCLOSURES & ASSEMBLY SERVICES

TEL: 847-932-4700 W W W.BOXENCLOSURES.COM FAX: 847-932-4701
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BOTTON BEN-20-TOP
2
BEN-20-SEAL ING-KIT
R Part Number Top Color Bottom Color
BEN-20P Grey Grey
. . BEN-20PC Clear Grey
“““ | rﬁ - = m - BEN-20P-BLK Black Black
! ) ] BEN2OPCBLK | Clear Black
© Optional Accessory
— @ & Wall mount kit, pack of 4, color grey. Part # BEN-WM
’ X Material - Polycarbonate, fire retardant UL 94-V2
Sealing Kit = NEMA 4 / IP65, material - Silicone
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o m.w_w = Material: TOLERANCE Drn. Date
Polycarbonate |  ail dimension in mm | PAN 2008-08-22
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Polished o 10el UL 94-V2
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