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			LED Spacer
			
[LM Series] (100pcs/pack)
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	This is for Bi-Lead and Tri-Lead LED.




	Material	Thermo Plasticity Elastomer
(UL94V-0)
	Temperature range
(degrees Celsius)	-40 to +125
	Recommended LED
head size (phi mm)	3, 5
	Color	Black






	
				Model No.	H(mm)
	LM-1	1
	LM-1.5	1.5
	LM-2	2
	LM-2.5	2.5
	LM-3	3
	LM-3.5	3.5
	LM-4	4
	LM-4.5	4.5
	LM-5	5
	LM-5.5	5.5
	LM-6	6
	LM-6.5	6.5
	LM-7	7
	LM-7.5	7.5
	LM-8	8


			
				Model No.	H(mm)
	LM-8.5	8.5
	LM-9	9
	LM-9.5	9.5
	LM-10	10
	LM-11	11
	LM-12	12
	LM-13	13
	LM-14	14
	LM-15	15
	LM-16	16
	LM-17	17
	LM-18	18
	LM-19	19
	LM-20	20
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