
Bearing Units – Plummer Block & Accessories 

Page 1 of 3 RS Components – Buy this product from https://uk.rs-online.com/ 

RS PRO Pillow Block 
Bearing 40mm ID     

RS Stock No.: 750-8974        

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price.

• Two-bolt pillow 
block bearing

• Mount hole size of 
17mm

• Offers a low-friction 
solution

• Cast iron housing

• Overall height of 
98mm

• Length of 184mm

• Depth of 54mm

• Inside diameter of 
40mm

• Mount hole 
measurement 
centre-to-centre is 
137mm

• Centre height of 
49.2mm 

FEATURES 
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Pillow block bearings like this two-bolt model from RS PRO are also known as plummer blocks. A 
special type of bearing housing made from heavy-duty cast iron, they're used to support rotating shafts 
in industrial equipment like agricultural or packaging machines. 

The bearing housing has a pedestal mount. Offering a low-friction solution for your light load 
applications, the balls inside the bearing roll when the shaft rotates. The shaft and insert on this model 
feature two bolts rather than one, which makes it more secure.   

 

Material Cast Iron 

Thread M14 

Applications 
Packaging equipment, Conveyor systems, Agricultural 
equipment, Construction plant, Heat treatment 
equipment   

 

Inside Diameter 40mm 

Centre Height 49.2mm 

Mount Hole Size 17mm 

Length 184mm 

Depth 54mm 

Overall Height 98mm 

Mount Hole Centre-To-Centre 137mm 

Weight 2.00kg 

Compliance/Certifications  ANSI/ESD S20.20:2014 and BS EN 61340-5-1:2007  

Product Description 

Mechanical Specifications 

Approvals 

General Specifications 
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