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PERFORMANCE CHARACTERISTICS

- CURRENT RATING : 13 A MAX.
- CONTACT RESISTANCE : < 3 m Ohm
- CONTACT RETENTION [N INSERT : 110 N MIN.

CONTACTS SUITABLE FOR

- MSM

- UTO

- UTG

- UTV

- UTP

- SMS QIKMATE

EXTRACTION TOOL : RX20-25GE1

CRIMP TOOL : AF8 TOOL WITH LOCATOR TP1142 ( SELECTOR 8 )

WIRE SIZE  AWG 16-14
1.50 - 2.50 mm2

MATERIAL

- CONTACT BODY
MATERTAL : BRASS
*PLATING : K : 0.4 M MIN. GOLD ALL-OVER, OVER 2 M NICKEL MIN. ALL-OVER
J ¢+ GOLD FLASH ALL-OVER, OVER 2 M NICKEL MIN. ALL-OVER
T 5 M TIN ALL-OVER, OVER 2 M NICKEL MIN. ALL-OVER
- RETAINING SPRING
MATERIAL : BERYLLIUM COPPER
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