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RS PRO Portable Scale 

RS Stock No.: 202-8725, 202-8726, 202-8727 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

RS Professionally Approved Products bring to you 
professional quality parts across all product categories. Our 
product range hasbeen tested by engineers and provides a 
comparable quality to the leading brands without paying a 
premium price. 

• Weighing units (g, 
Ib, ml, fl, oz) 

• Simple and 
convenient 
operation  

• High precision  
• Stainless steel pan 
• One-key reset 
• Automatic zero 

and switch off 
• Automatic switch 

off 
• Low battery 

indication 
• Over load 

indication 
 

FEATURES 
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Capacity: 3kg/5kg/10kg 
Division: 0.1g/1g/1g 
Unit:  g, Ib, ml, fl, oz 
Unit G.W.: 345g 
LCD size: 52x23mm 
Automatic zero and switch off 
Automatic switch off 
Low battery indication 
Over load indication 
Power:  3×1.5V 7# battery 
Product size: 215×155×30mm 
Colour box size: 216×168×35mm 
Carton size: 530×390×235mm 30pcs/ctn 

 

 

 

Product name Protable scale 
RS Article NO 2028725 2028726 2028727 
Capacity 3kg 5kg 10kg 
Accuracy 0.1g  1g  1g 
Platform size 150x147mm 
Product size 215x155x30mm 
Product material Stainlee steel +ABS plastic 

Function Automatic zero and switch off, Low battery 
indication, Over load indication 

Weighing units g, Ib, ml, fl, oz 
Operating Temperature 0°C - 40°C (32°F - 104°F) 
Power Requirements 3*A AA Batteries 

 

 

 

EAN  
Custom Tariff Number 8423819010 

 

 

Product Description 
ATTRIBUTE 1 

Electrical Specifications 

Additional Information 
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Declarations ROHS   CE ,FCC 
 

Approvals 
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