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Photographs are not to scale and are not true representations of the products in question. 
For current information go to our website. If not otherwise specified, all values relating to the product are nominal values.

Rectangular Connector Accessories

EPIC® SM & SP Glands
Glands, Seal Rings & Adapters

EPIC® SM Glands EPIC® SP Glands

 Material:  
 - EPIC® SM glands:  Nickel-plated brass
 - EPIC® SP glands:  Polystyrol

 Technical Data
 Temperature Range:  

 - EPIC® SM glands:  -40°C to +125°C
 - EPIC® SP glands:  -20°C to +55°C

PG
Part Number Gland Dimension (mm) Wrench Size (mm)

EPIC® SM EPIC® SP d1 d2 d2 Cable OD d3 d3 Cable OD d4 d4 Cable OD d5 d5 Cable OD s EPIC® SM EPIC® SP

9 12954100 — 13.3 5 4 - 6 7.5 6.5 - 8.5 10 9 - 11 — — 5.5 15 —
11 12954200 12957100 16.5 7.5 6.5 - 8.5 10 9 - 11 12.5 11.5 - 13.5 — — 6 18 19
13 12954300 — 18.3 7.5 6.5 - 8.5 10 9 - 11 12.5 11.5 - 13.5 — — 6 20 21
16 12954400 — 20.4 7.5 6.5 - 8.5 10 9 - 11 12.5 11.5 - 13.5 15 14 - 16 7 22 23
21 12954500 — 25.9 10 9 - 11 13 12 - 14 16 15 - 17 19 18 - 20 8 28 30
29 12954600 — 34.7 18 17 - 19 21 20 - 22 24 23 - 25 27 26 - 28 9.5 37 —
36 12954700 — 44.7 24 23 - 25 27 26 - 28 30 29 - 31 33 32 - 34 12 47 —
42 12954800 — 51.7 30 29 - 31 33 32 - 34 36 35 - 37 39 38 - 40 14 54 —

Metric
Part Number Gland Dimension (mm) Wrench

Size (mm)
Standard

PackEPIC® SM-M d1 d2 d2 Cable OD d3 d3 Cable OD d4 d4 Cable OD d5 d5 Cable OD s

12 71200000 10 5 4 - 6 — — — — — — 5 12 5
20 71200200 17.6 4 3 - 5 7 6 - 8 10 9 - 11 13 12 - 14 6 20 5
25 71200300 22.6 8.5 7.5 - 9.5 11.5 10.5 - 12.5 14.5 13.5 - 15.5 17.5 16.5 - 18.5 7.5 25 5
32 71200400 29.6 16 15 - 17 19 18 - 20 22 21 - 23 25 24 - 26 9.5 32 5
40 71200500 37.6 23 22 - 24 26 25 - 27 29 23 - 28 32 31 - 33 12 40 5

PG Parts

Metric Parts

EPIC® CM-M Glands

 Material:  Nickel-plated brass

 Temperature Range:  -40°C to +125°C

 Protection Class:  IP54 (DIN 46320)

 Technical Data

Metric
Part Number Gland Dimension (mm) Wrench

Size (mm)
Standard

PackEPIC® CM-M d1 d2 d2 Cable OD d3 d3 Cable OD d4 d4 Cable OD d5 d5 Cable OD s

20 71201200 17.6 4 3 - 5 7 6 - 8 10 9 - 11 13 12 - 14 6 23 5
25 71201300 22.6 8.5 7.5 - 9.5 11.5 10.5 - 12.5 14.5 13.5 - 15.5 17.5 16.5 - 18.5 7.5 28 5
32 71201400 29.6 16 15 - 17 19 18 - 20 22 21 - 23 25 24 - 26 9.5 36 5
40 71201500 37.6 23 22 - 24 26 25 - 27 29 23 - 28 32 31 - 33 12 46 5


