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24-PIN DOT MATRIX PRINTER

Key features
•  Compact 24-pin narrow carriage printer
•  Up to 416 characters per second (12cpi)
•  Robust printer with an MTBF  

of 10,000 hours
•  Prints up to 4-part forms  

(1 original + 3 copies)
•  Versatile top and rear paper paths
•  8 built-in bar code fonts
•  USB, parallel and serial interfaces
•  Reliable printhead life of 400 million 

strokes/wire
•  Long lasting ribbon yield of  

2.5 million characters

Options
•  Roll paper holder

24-PIN DOT MATRIX PRINTER

Key features
•  Very high print speed of up to 529 

characters per second (12cpi)
•  Copy capability of 1 original + 4 copies
•  Extremely robust printer with an MTBF 

of 20,000 POH
•  Reliable printhead life of 400 million 

strokes/wire
•  Long lasting ribbon of 5 million characters
•  Versatile front, top, rear and bottom  

paper paths
•  Sound reduction down to 49dB(A)  

in low-noise mode

Options
•  150 or 50 sheet cut sheet feeder
•  Front paper guide
•  Additional push/pull tractor unit
•  Roll paper holder
•  Wired network interfaces, serial interface

For options and consumables see page 25-27

Epson LQ-350 NEW

The compact Epson LQ-350 is the ideal printer for front and back office  
applications where space may be limited as well as for measurement and control 
systems. The copy capability of one original plus three copies makes this 24-pin 
printer suitable for point of sale applications where reliable, light duty printing  
is required.

Epson LQ-590

With a mean volume between failure of 40 million lines and a high print speed of 
529cps this extremely robust printer is ideal for medium and large print volumes. 
Flexible paper management allows insertion from the front, top, rear, and bottom, 
while a front sheet guide enables front feeding of even small paper types.  
Typical applications are labels, barcodes and point of sale invoice printing. 


