KNIPEX Quality — Made in Germany

Product information

00 20 04 V01

Set of Circlip Pliers

General

Article No.

EAN

Weight
Dimensions
REACH compliant
RohS compliant

Classification
eCl@ss 5.1.4
ETIM 5.0

ETIM 6.0
proficl@ss 6.0
UNSPSC 13.1

Content
44 11 N1

44 11 J2

44 21 J11

44 21 J21

46 11 A1

46 11 A2

KNIPEX Werk - C. Gustav Putsch KG - 42337 Wuppertal

8 parts

Attractive sales packaging with Euro standard perforation

Sturdy plastic retail packaging, also suitable for storage of the pliers
Contains common Circlip Pliers for internal and external circlips

00 20 04 V01
4003773077633
890 g

210 x 35 mm

no

no

21040301
EC000149
EC000149
EAD130c001
27112125

1 x Circlip Pliers for internal circlips in bore holes (& 12 - 25 mm)
@)

1 x Circlip Pliers for internal circlips in bore holes (J 19 - 60 mm)

O

1 x Circlip Pliers for internal circlips in bore holes (& 12 - 25 mm)
O x90°

1 x Circlip Pliers for internal circlips in bore holes (@ 19 - 60 mm)
O X0

1 x Circlip Pliers for external circlips on shafts (@ 10 — 25 mm)
MW O

1 x Circlip Pliers for external circlips on shafts (J 19 — 60 mm)
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KNIPEX Quality — Made in Germany

Content
MW O

46 21 A1 1 x Circlip Pliers for external circlips on shafts (d 10 — 25 mm)
MW O £90°

46 21 A21

1 x Circlip Pliers for external circlips on shafts (d 19 — 60 mm)
MW O x90°

technical change and errors excepted
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