NO | DESCRIPTION DATE

ADD REMARK /
A BACKGROUND FORMAT UPDATED 100407

ADD POWER RATING
A -65* C TO +165°* C 10.27.11°
-40* C TO+70* C

.0 ELECTRICAL

1 FREQUENCY RANGE: DC—4 GHz
2 NOMINAL IMPEDANCE: 50 OHM
.3 DC RESISTANCE: 60 OHMS315%
4

2.1 BODIES: BRASS PER JIS-C3804

2.2 CENTER CONTACT: BERYLLIUM COPPER PER ASTM B196 UNS C17300
2.3 INSULATION: TEFLON PER ASTM D1457 AND ASTM D1710

3.0 FINISHES AND OTHERS

3.1 SEE BELOW TABLE FOR DETAILS.
4.0 MECHANICAL

4.1 INTERFACE IN ACCORDANCE WITH: MIL—STD-348A

7.9¢31D

18.2¢.717> REF.

$7.5¢295)

5.0 ENVIRONMENTAL
51 OPERATING TEMPERATURE RANGE: —40° C TO+70° C 2\ APPROVED by DATE:

7 | SPRING BERYLLUM COPPER | 1 |GOID | __  —e—mem —e—e— -

8 | CHASSIS BRASS 1 [GOLD 3u'MIN. DESCRIPTION | SMB PLUG PRECISION LOAD

5 | RESISTOR METAL FILM 1 |0.5W-500 #u| DRAWN |TOoLERANCE | &8 |24-43 T DATE _[pz| REV.

4 |BODY BRASS 1 |GOLD 3u"MIN. B| Yoko X TITLE |\ROHS COMPLIANT ¢soo |B§|03.27.03&K| A-2

3 | INSULATION TEFLON 1 |NONE CHECK X B | UNIT |owe o | 24-0099

2 |CENTER CONTACT |BERYLLIUM COPPER | 1 [GOLD 304 MIN. Arc £ | mmind

1 [SHELL BRASS 1 [GOLD 3.'MIN. @ 21 [APPROVAL | I, [SCALE |

NO | DESCRIPTION MATERIAL Q' TY| FINISH | Angela [ANGLE | 6:1




