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IT-19” 6-fold IEC 320 
Item No.: 0200x00062318 

 
 Robust plastic body, grey 

 90° rotated sockets Type F (earth contact)  

 Space of sockets: 64 mm 

 1,5 m power cord and rubber connector 

 Increased safety due to integrated child protection 

 Integrated circuit breaker 10 A 

 19” mounting possible 

 

 
Technical Data 

Connection:       250 V~, 10 A, 50 Hz, 2.500 W 
Power cord:     1,5 m H05VV-F 3G 1,0 mm² 
Plug:      rubber connector (IEC 320) 
Socket:     earth contact Type F 
Circuit breaker:    10 A 
Dimension:     478 x 74 x 47 mm (L x B x H) 
Fixing dimension X:    470 mm 
 
EAN:     401209602643 3  
Packaging unit:    10 pieces  

 
 

 

 

 

 

 


