
  

SAW18 SERIES  

 

GS & UK (CE) & cUL/UL & FCC & PSE & 

VCCI & BS & SAA Adaptor  

Features 

Reliable 

10mA Minimum Load Current 

No Load Power Consumption < 0.5W 

Class B 

<0.25mA Leakage Current 

Compact Size 

CEC Level Ⅳ Compliant: 

1. Input 115V 50/60Hz: Output 3000mA and above pass, 3000mA below dissatisfy; 

2. Input 230V 50/60Hz: Output 3000mA and above pass, 3000mA below dissatisfy; 

 

Applications   

For General Information Technology Equipment 

 

Safety Approvals 

GS Adaptor: TUV/GS   

UK Adaptor: CE BS1363 STANDARD 

cUL/UL Adaptor: cUL/UL FCC 

PSE Adaptor: PSE VCCI 

SAA Adaptor: SAA 

Meeting EU RoHS Directive 

 

Mechanical Characteristics 

Length: 77.5mm (3.05in)               

Height: 26mm (1.02in) 

Euro &
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Width: 45mm (1.77in)   

Weight: For example in the Following:  

GS(Direct Plug-in): 136g (4.80oz.)  

UK(Direct Plug-in): 132.5g (4.68oz.)  

GS & UK & Others (Desk-top, None Input Cable): 138g (4.87oz.) 

 

SAW18 CHARACTERISTICS 

INPUT: 

AC Input Voltage Rating: 100-240VAC 

AC Input Voltage Range: 90-264VAC 

AC Input Frequency: 47-63 Hz 

Input Current: 1A(rms) max. 

Leakage Current: 0.25mA max. 

Inrush Current (cold): 20A for 120VAC at max. load, and 40A for 240VAC at max. load. 

                     (Cold start @ ambient 25°C) 

 

OUTPUT: 

Efficiency: 70-80% min. 

Hold-up Time: 5ms min. @ 120VAC and max. load 

Over Voltage Protection: By Zener clamping, adapter will be shut down 

Over Current Protection: Output equipped with short circuit protection – auto restart 

Short Circuit Protection: Output can be shorted without damage 

 

ENVIRONMENTAL: 

Temperature:  

Operation: 0 to +40°C 

Non-operation: -25 to +75°C 

Humidity: Operation: 20 to 90% 

Emissions 

FCC Class B 

EN55022, EN55024 Class B 

Dielectric Withstand (Hi-pot) Test 

Primary to Secondary: 3000VAC for 1 minute, 10mA 

DC Output Connector 

2.1x5.5mm Center Positive Standard 

Mating Connector 

Others equivalent 

 

SAW18 Series Adaptor Dimension Diagram Unit: mm (For Example GS) 

Direct Plug-in Type 

Temperature de-rating graph
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Desk-top Type 

 

 

SAW18 Series Adaptor Series Model List: 

SAW18-xx.x-yyyyM 

xx.x denote output voltage from 3.0V-12.0V 

yyyy denote output current from 010mA-4000mA 

M=CE denote GS      

M=BS denote BSI1363 

M=AU denote SAA 

M=US denote UL,CSA, PSE, BSMI 

M=CN denote CCC 

M=AR denote Argentina 
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M= blank denote Desk-top 

No Model No. 

DC 

output 

voltage 

(V) 

Min. 

Rated 

output 

current 

(mA) 

Max. 

Rated 

output 

current 

(mA) 

Max. 

output 

power 

(VA)  No Model No. 

DC 

output 

voltage 

(V) 

Min. 

Rated 

output 

current 

(mA) 

Max. 

Rated 

output 

current 

(mA) 

Max. 

output 

power 

(VA) 

1 SAW18-03.0-yyyyM 3.0  10.0  4,000  12.00   47 SAW18-07.6-yyyyM 7.6  10.0  2,368  18.00  

2 SAW18-03.1-yyyyM 3.1  10.0  4,000  12.40   48 SAW18-07.7-yyyyM 7.7  10.0  2,338  18.00  

3 SAW18-03.2-yyyyM 3.2  10.0  4,000  12.80   49 SAW18-07.8-yyyyM 7.8  10.0  2,308  18.00  

4 SAW18-03.3-yyyyM 3.3  10.0  4,000  13.20   50 SAW18-07.9-yyyyM 7.9  10.0  2,278  18.00  

5 SAW18-03.4-yyyyM 3.4  10.0  4,000  13.60   51 SAW18-08.0-yyyyM 8.0  10.0  2,250  18.00  

6 SAW18-03.5-yyyyM 3.5  10.0  4,000  14.00   52 SAW18-08.1-yyyyM 8.1  10.0  2,222  18.00  

7 SAW18-03.6-yyyyM 3.6  10.0  4,000  14.40   53 SAW18-08.2-yyyyM 8.2  10.0  2,195  18.00  

8 SAW18-03.7-yyyyM 3.7  10.0  4,000  14.80   54 SAW18-08.3-yyyyM 8.3  10.0  2,169  18.00  

9 SAW18-03.8-yyyyM 3.8  10.0  4,000  15.20   55 SAW18-08.4-yyyyM 8.4  10.0  2,143  18.00  

10 SAW18-03.9-yyyyM 3.9  10.0  4,000  15.60   56 SAW18-08.5-yyyyM 8.5  10.0  2,118  18.00  

11 SAW18-04.0-yyyyM 4.0  10.0  4,000  16.00   57 SAW18-08.6-yyyyM 8.6  10.0  2,093  18.00  

12 SAW18-04.1-yyyyM 4.1  10.0  3,500  14.35   58 SAW18-08.7-yyyyM 8.7  10.0  2,069  18.00  

13 SAW18-04.2-yyyyM 4.2  10.0  3,500  14.70   59 SAW18-08.8-yyyyM 8.8  10.0  2,045  18.00  

14 SAW18-04.3-yyyyM 4.3  10.0  3,500  15.05   60 SAW18-08.9-yyyyM 8.9  10.0  2,022  18.00  

15 SAW18-04.4-yyyyM 4.4  10.0  3,500  15.40   61 SAW18-09.0-yyyyM 9.0  10.0  2,000  18.00  

16 SAW18-04.5-yyyyM 4.5  10.0  3,500  15.75   62 SAW18-09.1-yyyyM 9.1  10.0  1,978  18.00  

17 SAW18-04.6-yyyyM 4.6  10.0  3,500  16.10   63 SAW18-09.2-yyyyM 9.2  10.0  1,957  18.00  

18 SAW18-04.7-yyyyM 4.7  10.0  3,500  16.45   64 SAW18-09.3-yyyyM 9.3  10.0  1,935  18.00  

19 SAW18-04.8-yyyyM 4.8  10.0  3,500  16.80   65 SAW18-09.4-yyyyM 9.4  10.0  1,915  18.00  

20 SAW18-04.9-yyyyM 4.9  10.0  3,500  17.15   66 SAW18-09.5-yyyyM 9.5  10.0  1,895  18.00  

21 SAW18-05.0-yyyyM 5.0  10.0  3,500  17.50   67 SAW18-09.6-yyyyM 9.6  10.0  1,875  18.00  

22 SAW18-05.1-yyyyM 5.1  10.0  3,000  15.30   68 SAW18-09.7-yyyyM 9.7  10.0  1,856  18.00  

23 SAW18-05.2-yyyyM 5.2  10.0  3,000  15.60   69 SAW18-09.8-yyyyM 9.8  10.0  1,837  18.00  

24 SAW18-05.3-yyyyM 5.3  10.0  3,000  15.90   70 SAW18-09.9-yyyyM 9.9  10.0  1,818  18.00  

25 SAW18-05.4-yyyyM 5.4  10.0  3,000  16.20   71 SAW18-10.0-yyyyM 10.0  10.0  1,800  18.00  

26 SAW18-05.5-yyyyM 5.5  10.0  3,000  16.50   72 SAW18-10.1-yyyyM 10.1  10.0  1,782  18.00  

27 SAW18-05.6-yyyyM 5.6  10.0  3,000  16.80   73 SAW18-10.2-yyyyM 10.2  10.0  1,765  18.00  

28 SAW18-05.7-yyyyM 5.7  10.0  3,000  17.10   74 SAW18-10.3-yyyyM 10.3  10.0  1,748  18.00  

29 SAW18-05.8-yyyyM 5.8  10.0  3,000  17.40   75 SAW18-10.4-yyyyM 10.4  10.0  1,731  18.00  

30 SAW18-05.9-yyyyM 5.9  10.0  3,000  17.70   76 SAW18-10.5-yyyyM 10.5  10.0  1,714  18.00  

31 SAW18-06.0-yyyyM 6.0  10.0  3,000  18.00   77 SAW18-10.6-yyyyM 10.6  10.0  1,698  18.00  

32 SAW18-06.1-yyyyM 6.1  10.0  2,951  18.00   78 SAW18-10.7-yyyyM 10.7  10.0  1,682  18.00  

33 SAW18-06.2-yyyyM 6.2  10.0  2,903  18.00   79 SAW18-10.8-yyyyM 10.8  10.0  1,667  18.00  

34 SAW18-06.3-yyyyM 6.3  10.0  2,857  18.00   80 SAW18-10.9-yyyyM 10.9  10.0  1,651  18.00  

35 SAW18-06.4-yyyyM 6.4  10.0  2,813  18.00   81 SAW18-11.0-yyyyM 11.0  10.0  1,636  18.00  

36 SAW18-06.5-yyyyM 6.5  10.0  2,769  18.00   82 SAW18-11.1-yyyyM 11.1  10.0  1,622  18.00  

37 SAW18-06.6-yyyyM 6.6  10.0  2,727  18.00   83 SAW18-11.2-yyyyM 11.2  10.0  1,607  18.00  

38 SAW18-06.7-yyyyM 6.7  10.0  2,687  18.00   84 SAW18-11.3-yyyyM 11.3  10.0  1,593  18.00  

39 SAW18-06.8-yyyyM 6.8  10.0  2,647  18.00   85 SAW18-11.4-yyyyM 11.4  10.0  1,579  18.00  

40 SAW18-06.9-yyyyM 6.9  10.0  2,609  18.00   86 SAW18-11.5-yyyyM 11.5  10.0  1,565  18.00  

41 SAW18-07.0-yyyyM 7.0  10.0  2,571  18.00   87 SAW18-11.6-yyyyM 11.6  10.0  1,552  18.00  

42 SAW18-07.1-yyyyM 7.1  10.0  2,535  18.00   88 SAW18-11.7-yyyyM 11.7  10.0  1,538  18.00  

43 SAW18-07.2-yyyyM 7.2  10.0  2,500  18.00   89 SAW18-11.8-yyyyM 11.8  10.0  1,525  18.00  

44 SAW18-07.3-yyyyM 7.3  10.0  2,466  18.00   90 SAW18-11.9-yyyyM 11.9  10.0  1,513  18.00  

45 SAW18-07.4-yyyyM 7.4  10.0  2,432  18.00   91 SAW18-12.0-yyyyM 12.0  10.0  1,500  18.00  

46 SAW18-07.5-yyyyM 7.5  10  2,400  18.00         
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