Solderless terminals

QUI CK DI S CONNE CT Female, Fully-insulated with copper sleeve
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With straight insulation File No.: g% E70188 @B LR20812
- ] Tool No.
Poplicable W Dimensions mm (in.) o|<|8 =
Part No. Standard Color |§|®|§ lbox
SEE ) w L E oD ) Mterial | Mating Tab i D g
Thickness | Thickness E E E 5 $ > E
221016 LVDDF1.25-187A5 (@ @ | 5.7 (.224) |20.0 (.787)| 6.0 (:236) | 2.7 (.106) |11.0 (.433)| 0.35(.014) | 0.5 (.020) red | o olololol 1000
~| (025101.65) | LVDDF1.25187TA8 (@ @ | 5.7 (.224) |20.0 (.787)| 6.0 (.236) | 2.7 (.106) [11.0 (:433)| 0.35(.014) | 0.8 (.031) '
® 161014 LVDDF2 -187A5 (@ @ | 5.7 (224) |20.0 (.787)| 6.0 (236) | 3.2 (.126) |11.0 (.433)| 0.35(.014) | 0.5 (.020) Blle ol lolololol 1000
(1.04102.63) | LVDDF2 -187A8 |@ @ |57 (224) |20.0 (.787)| 6.0 (.236) | 3.2 (.126) [11.0 (:433)| 0.35(.014) | 0.8 (.031) '
21016(0.25101.65) | LVDDF1.25250A (@ @ | 7.4 (.291) |22.0 (:866)| 7.8 (.307) | 2.7 (.106) |11.0 (433)| 0.4 (.016) | 0.8 (.031) | Red |0 0ojojo]o 500
3| 161014(1.0410263) | LVDDF2 -250A |@ @ | 7.4 (291) |22.0 (:866)| 7.8 (.307) | 3.2 (.126) |11.0 (433)| 0.4 (016) | 0.8 (.031) | Blue ol |olojolo 500
121010 (26310 6.64) | LVDDF5.5 250A @ @ | 7.4 (.291) |25.0 (.984)| 7.8 (.307) | 4.5 (.177) |14.0 (551)| 0.4 (.016) | 0.8 (.031) | Yellow 0 0|0 500
Note:1) Delivery lead times may vary depending on the product. Contact JST for details.
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With flared insulation File No.: @E?MSS @ Lr20812
- ] Tool No.
Aplicable Wi Dimensions mm (in.) ol<|8 =
icable Wire Part No. Standard Color |§ &S | Qtylbox
AWGH(m?) W . c b , | Meteria | WetingTab 2|9 | 3 Q|
migoms moes| £z 2 IR
21016 FLVDDF1.25187A5 (@ @ | 5.7 (.224) |19.0 (.748)| 6.0 (236) | 3.5 (.138) | 9.5 (.374) | 0.35(.014) | 0.5 (.020) red | o olololol 100
~| (025107.65) | FLVDDF1.25187A8 (@ @ | 5.7 (.224)|19.0 (.748)| 6.0 (.236) | 35 (.138) | 9.5 (.374) | 0.35(.014) | 0.8 (.031) '
- 1610 14 FLVDDF2 -187A5 @ @ | 5.7 (.224) |19.0 (.748)| 6.0 (236) | 4.3 (.169) | 9.5 (.:374) | 0.35(.014) | 0.5 (.020) Blue ol lolololo| 1000
(1.04102.63) | FLVDDF2 -187A8 (@ @ | 5.7 (.224) |19.0 (748)| 6.0 (.236) | 4.3 (.169) | 9.5 (.374) 035(014) 8 (.031) '
2| 221016(0.2510165) | FLVDDF1.25250A | @ @ | 7.4 (291) 210 (827)| 7.8 (307) | 35 (138) | 95 (374) | 0.4 (016) | 0.8 (031) | Red |0 olo|o]|o 500
“1161014(10410263) | FLVDDF2 250A (@@ | 7.4 (291)(21.0 (827)| 7.8 (.307) | 43 (169) | 9.5 (.374) | 0.4 (.016) | 0.8 (.031) | Blue ol |olololo 500

Note:1) Delivery lead times may vary depending on the product. Contact JST for details.
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