Catalog 4300

EO and EO-2 Metric Bite Type Fittings

WH-R [Siliiisisis|

High Pressure Banjo Elbow
24° Flareless / BSPP

STANDARD
TUBE EMD SIZE Pressure Rating (bar)
FITTING | 1 2 h |12 |13 | Ls| 53| ss ED EQ-2
PART # |(mm}| BSPF |(mm) | (mm) | {mm]|{mm} | (mm)|imm}|asc| 71 | ms |azc] 71
wHosLr| & [G1mA | 25 120|105 24 | 17 | 17 | 250 | 250 | 183 250
WHOSLR| 2 [G1MA | 30 | 145 140( 20 | 22 | 10 | 250 | 250 | 183 250
WHiOLR| 10 [G14A | 30 | 155|140 30 | 22 | 19 | 250 | 250 | 183 250
WHi2LR| 12 [G8A | 30 | 180|165 236 | 27 | 24 | 250 | 250 | 1823 250
WH1SLR| 15 [G12A | 45 | 215|215 45 | 232 | 30 | 250 | 250 | 183 250
WHisLR| 18 [G12A | 45 | 210|215 45 | 232 | 30 | 250 | 250 | 1823 250
wH22Lr| 22 [Gama | a5 [27s[ 20| 53 | 41 | 36 | 160 | 160 160
WH2ZELR | 28 |G 1A 35 |20 205 & | 50 | 46 | 160 | 160 160
wHasLr| 25 [G11aA| 35 | 360 2ss5| 76 | 60 | 55 | 180 | 160 160
WHd2LR| 42 [G1w2A) 35 |405)| 405 &7 | 70 | &0 | 160 | 160 160
WHossSR| & [G1MA | 30 [165) 140 30 | 22 | 19 | 35| 315 | 205 315
WHossR| 2 [G1eA | 30 |165| 140 20 | 22 | 19 | 315 | 315 | 208 315
WH10SR| 10 [G38A | 30 |185| 1865 36 | 27 | 24 | 315 | ;15 | 205 315
WHi2sR| 12 [GamA | 30 |1es5| 165 36 | 27 | 24 | 315 | 315 | 208 315
WH14SR| 14 [G1/2A | 45 | 225|215 45 | 32 | 30 | 315 | 315 315
WHissR| 16 [G12A | 45 | 220|215 45 | 32 | 20 | 315 | 315 315
WHzosR| 20 [G3MA | 35 [265( 240 53 | 41 | 36 | 160 | 160 160
WH255R | 25 |G 1A 35 | 315|205 & | 50 | 46 | 160 | 160 160
WH30SR| 20 [G114A| 35 | 370|245 76 | 80 | 55 | 180 | 160 160
WHaasr| 38 [G1w2A| 35 | 415|405 &7 | 70 | &0 | 160 | 160 160
For EQ-2 part number, insert "Z" between size and pressure series.
Example: WHOSZLRA3IC
Catalog 4300 EO and EO-2 Metric Bite Type Fittings
WH-R-KDS [Fill bimsssisss|
High Pressure Banjo Elbow
24° Flareless / BSPP
STANDARD
TUBE END SIZE Pressure Rating (bar)
FITTING 1 2 h |12 |13 |La| 53| 58 EDQ ED-2
PART# |(mm}| BSPP |{mmj}|({mm}|{mm)|{mm}|{mm}|(mm)|sac| 71 |ms|a3sc| T
wHosLRKDS| & [GimaA |25 [i2o[105] 28 [ 17 | 17 [ 28] 215 215 [ 315
WHOSLRKDS | & [GidA | 30 |14s5|140| 30 | 22 | 19 [ 315 | 315 315 | 315
WH1OLRKDS | 10 |G 1M4A | 30 [155|140| 30 | 22 | 10 [ 318 | 215 15 | 315
WHizLREDs| 12 (G2 A | 30 |180|165| 36 | 27 | 24 [ 315 | 315 315 | 315
WHISLRKDS | 15 [G1/22A | 45 |215|215| 45 | 32 | 30 [ 315 | 315 315 | 315
WH1BLRKDS | 18 |G 12A | 45 |210|215] 45 | 32 | 30 [ 318 | 315 15 | 318
WH22LRKDS | 22 [GxaA | 35 |275|240( 53 [ 41 | 38 [ 180 | 1680 160 | 160
WH2BLRKDS | 28 |G 1A 35 |a20|205| 66 | 50 | 46 | 180 | 160 160 | 160
WH3SLRKDS | 35 |[G11/4a| 35 |360|355| 76 | 60 | 55 [ 160 160
WH42LRKDS | 42 |[G11/24| 35 |405|405| &7 | 70 | &0 | 160 160
WHOSSRKDS| & |G W4A | 2.0 [ 165 140 30 | 22 | 19 | 400 | 400 400 | 400
WHOBSRKDS| & (G 14A | 30 |165|14.0| 30 | 22 | 19 | 400 | 400 400 | 400
WHioSRKDS| 10 [G2BA | 30 |185|165| 36 | 27 | 24 [ 400 | 400 400 | 400
WH12SRKDS | 12 [GxBA | 30 |185|165| 36 | 27 | 24 [ 400 | 400 400 | 400
WH14SRKDS | 14 |G i2A | 45 |225|215] 45 | 32 | 30 [ 400 | 400 400 | 400
wH1sSRKDS | 16 [Gu2a | a5 [22o0[215] a5 [ 32 | 20 [ 215 [ 215 315 | 318
WH20SRKDS | 20 [G¥4A | 35 |265|240] 53 [ 41 | 38 [ 315 | 315 315 | 315
WH25SREDS | 25 |G 1A 35 [315]205] 66 [ 50 | 46 [ 250 250
WH30SRKDS | 30 [Gi1/a| 35 [370|345] 76 | &0 | 55 [ 160 160
WH3sSRKDS | 28 |[Gi11/2a| 35 |415|405) &7 | 70 | &0 [ 160 160
For EOQ-2 part number, insert “Z" b size and pr series.
Example: WHOBZLREDSAIC
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