
759

Red catalogue numbers: New products

energy distribution
LCS  Power Distribution Units (PDU)  V± and DIN rail kit

Technical characteristics p. 772

Pack Cat.Nos Vertical Power Distribution Units (PDU)

PDU with protection of each circuit by 16 A circuit 
breaker (equipped with cover for protection against 
accidental breaks) 
For direct mounting in LCS2 42 U freestanding cabinets 
and server freestanding cabinets   
Fixing centres: 1838 mm 
H 1855 x W 55 x D 50 mm 
Supplied with screws

Single phase
PDU comprising 2 circuits with 12 sockets or 12 
IEC 60320 C13 sockets + 3 IEC 60320 C19 sockets
Each circuit is identified by colour-coding

1 0 465 811 24 x C13 sockets
1 0 465 841 24 x C13 sockets + 6 x C19 sockets

3 m power supply cord with IEC 60309 2P+E plug
1 0 465 801 24 x 2P+E sockets - French standard
1 0 465 881 24 x 2P+E sockets - German standard
1 0 465 891 24 x 2P+E sockets - British standard

3-phase
PDU comprising 3 circuits with 8 IEC 60320 C13 
sockets + 1 IEC 60320 C19 socket

1 0 465 851 24 x C13 sockets + 3 x C19 sockets
3 m power supply cord with IEC 60309  
3P+N+E plug

Pack Cat.Nos 19" Power Distribution Units (PDU)

For fixing on 19" fixing centres 
180° reversible end piece 
Connection via 2.5 mm2 terminal block 
Provide a 2 U space
Supplied with screws

PDU
1 0 465 511 12 x IEC 60320 C13 sockets
1 0 465 521 9 x IEC 60320 C19 sockets
1 0 465 501 9 x 2P+E black sockets 

French standard
1 0 465 541 6 x 2P+E black sockets - French standard
1 0 332 881 6 x 2P+E white sockets - French standard 

With switch with indicator
1 0 332 371 6 x 2P+E white sockets - French standard 

With 16 A circuit breaker
1 0 332 871 6 x 2P+E tamperproof sockets for uninterruptible 

power supply (UPS) - French standard
1 0 465 601 9 x 2P+E black sockets 

German standard
1 0 465 621 6 x 2P+E black sockets 

German standard
1 0 332 381 6 x 2P+E white sockets 

German standard - With 16 A circuit breaker
1 0 465 651 6 x 2P+E black sockets - British standard
1 6 339 001 5 x 2P+E white switch sockets - British standard

PDU with voltage surge protector unit
1 0 332 781 6 x 2P+E white sockets - French standard

Provides protection against mains overvoltages 
while keeping sockets energised 
A red indicator indicates that the protection must be 
replaced by the surge protector module  
Cat.No 0 775 41 (p. 868) 
With switch with indicator

PDU to be equipped
1 0 332 791 Takes 16 Mosaic modules

DIN rail kit IP 2X
1 0 465 451 For modular appliances 

Fits directly onto 19" uprights
Compatible with EMC requirements 
Capable of taking up to 7 x Mosaic 2P+E sockets at 
the rear
Composed of: 
- metal box 
- 3 x DIN profile rails 4 DIN modules 
- terminal block for protection  
conductors 
- a 2 U faceplate 
- 3 blanking plates 
- 9 cable entry glands 
Height 2 U
Black RAL 9005

0 465 60

0 465 65

1: Can be mounted on 19" HD racks with screw Cat.No 0 464 23 (p. 761)

0 465 45

0 465 88

NEW

For other PDU configurations, please contact us


