A100 HSS DORMER

DIN 338 RN/ BS 328 / ISO 235

~ Y
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[N ] Korta borrar, Cylindriskt skaft Lyhyet yleisporat
- -I_
Sparutférande Hoéger, normalspiral Lastu-uran muoto Oikeak. vakio kierukkakulma
Spetsvinkel 118° Kéarkikulma 118°
Ytbehandling Blank under 1 mm, Anganlépt 1 mm och Pintakésittely Kirkas: < 1mm; Hoyrypaésto: >= 1mm
over
Anvandningsomrade For normala borrningsarbeten i stal, Kayttoalue Hyva yleispora useimpiin aineisiin.
gjutjarn m.m.
P, | L] Jobber Drills, Right Hand
™
Flute Geometry Standard Helix, Right Hand Spiral
Point Angle 118°
Surface Treatment Bright: below 1mm,3/64,No 60 Blue:
1mm,3/64,No 60 and above
Application General purpose engineering drills
cE W LTS A W SRR A T
"/No./letter mm mm mm "/No./letter mm mm mm "/No./lletter mm mm mm
A100.2 0,20 25 19 A100.68 0,68 9 28 A100N58 58 1,07 14 36
A100.25 025 3 19 A100.7 0,70 9 28 A100N57 57 109 14 36
A100.3 0,30 3 19 A100N70 70 071 9 28 A1001.1 1,10 14 36
A100.32 032 4 19 A100.72 072 9 28 A1001.15 115 14 36
A100N80O 80 034 4 19 A100N69 69 0,74 9 28 A100N56 56 1,18 14 36
A100.35 0,35 4 19 A100.75 075 9 28 A1003/64 3/64 119 16 38
A100N79 79 0,37 4 19 A100.78 0,78 10 30 A1001.2 120 16 38
A100.38 0,38 4 19 A1001/32 1/32 079 10 30 A1001.25 125 16 38
A1001/64 1/64 0,40 5 20 A100N68 68 079 10 30 A1001.3 1,30 16 38
A100.4 0,40 5 20 A100.8 0,80 10 30 A100N55 55 132 16 38
A1O00N78 78 041 5 20 A100N67 67 081 10 30 A1001.35 135 18 40
A100.42 042 5 20 A100.82 082 10 30 A1001.4 140 18 40
A100.45 045 5 20 A100N66 66 084 10 30 A100N54 54 140 18 40
A1O0ON77 77 0,46 5 20 A100.85 085 10 30 A1001.45 145 18 40
A100.48 048 5 20 A100.88 088 11 32 A1001.5 150 18 40
A100.5 0,50 6 22 A100N65 65 089 11 32 A100N53 53 151 20 43
A1O0ON76 76 0,51 6 22 A100.9 090 11 32 A1001.55 155 20 43
A100.52 0,52 6 22 A100N64 64 091 11 32 A1001/16 1/16 159 20 43
AL10ON75 75 0,53 7 24 A100.92 092 11 32 A1001.6 160 20 43
A100.55 055 7 24 A100N63 63 094 11 32 A100N52 52 161 20 43
A1OON74 74 057 7 24 A100.95 095 11 32 A1001.65 165 20 43
A100.58 058 7 24 A100N62 62 097 12 34 A1001.7 1,70 20 43
A100.6 0,60 7 24 A100.98 098 12 34 A100N51 51 1,70 22 46
A100N73 73 0,61 8 26 A100N61 61 099 12 34 A1001.75 1,75 22 46
A100.62 0,62 8 26 A1001.0 1,00 12 34 A100N50 50 1,78 22 46
A100N72 72 0,64 8 26 A100N60 60 1,02 12 34 A1001.8 180 22 46
A100.65 0,65 8 26 A100N59 59 1,04 12 34 A1001.85 185 22 46
AL00ON71 71 0,66 8 26 A1001.05 1,05 12 34 A100N49 49 1,85 22 46
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DORMER A100 HSS

DIN 338 RN /BS 328 /1SO 235

Codd  ghy  ohy 7 % Codd  ghy  dhy 2 " Codt  ghy  ghy 2
"/No./letter mm mm mm "/No./letter mm mm mm “/INo./letter mm mm mm
A1001.9 1,90 22 46 A1003.75 3,75 39 70 A100B B 6,056 63 101
A100N48 48 1,93 24 49 A1003.8 3,80 43 75 A1006.1 6,10 63 101
A1001.95 1,95 24 49 A100N25 25 3,80 43 75 A100C C 6,15 63 101
A1005/64 5/64 1,98 24 49 A100N24 24 3,86 43 75 A1006.2 6,20 63 101
A100N47 47 1,99 24 49 A1003.9 390 43 75 A1006.25 6,25 63 101
A1002.0 2,00 24 49 A100N23 23 391 43 75 A100D D 6,25 63 101
A1002.05 2,05 24 49 A1005/32 5/32 3,97 43 75 A1006.3 6,30 63 101
A100N46 46 2,06 24 49 A100N22 22 3,99 43 75 A1001/4 1/4 6,35 63 101
A100N45 45 2,08 24 49 A1004.0 4,00 43 75 A100E E 6,35 63 101
A1002.1 2,10 24 49 A100N21 21 4,04 43 75 A1006.4 6,40 63 101
A1002.15 2,15 27 53 A100N20 20 409 43 75 A1006.5 6,50 63 101
A100N44 44 2,18 27 53 A1004.1 4,10 43 75 A100F F 6,53 63 101
A1002.2 2,20 27 53 A1004.2 420 43 75 A1006.6 6,60 63 101
A1002.25 2,25 27 53 A100N19 19 4,22 43 75 A100G G 6,63 63 101
A100N43 43 2,26 27 53 A1004.25 4,25 43 75 A1006.7 6,70 63 101
A1002.3 2,30 27 53 A1004.3 4,30 47 80 A10017/64 17/64 6,75 69 109
A1002.35 2,35 27 53 A100N18 18 4,31 47 80 A1006.75 6,75 69 109
A1003/32 3/32 2,38 30 57 A10011/64 11/64 4,37 47 80 A100H H 6,76 69 109
AL100N42 42 238 30 57 A100N17 17 4,39 47 80 A1006.8 6,80 69 109
A1002.4 240 30 57 A1004.4 4,40 47 80 A1006.9 6,90 69 109
AL100N41 41 244 30 57 A1004.5 450 47 80 A100I | 691 69 109
A1002.45 2,45 30 57 A100N16 16 4,50 47 80 A1007.0 7,00 69 109
A100N40 40 249 30 57 A100N15 15 457 47 80 A100J J 7,04 69 109
A1002.5 250 30 57 A1004.6 4,60 47 80 A1007.1 710 69 109
A100N39 39 2,53 30 57 A100N14 14 4,62 47 80 A1009/32 9/32 7,14 69 109
A1002.55 2,55 30 57 A1004.7 4,70 47 80 A100K K 7,14 69 109
A100N38 38 258 30 57 A100N13 13 4,70 47 80 A1007.2 720 69 109
A1002.6 2,60 30 57 A1004.75 4,75 47 80 A1007.25 7,25 69 109
A100N37 37 264 30 57 A1003/16 3/16 476 52 86 A1007.3 730 69 109
A1002.65 265 30 57 A1004.8 480 52 86 A100L L 737 69 109
A1002.7 2,70 33 61 A100N12 12 480 52 86 A1007.4 740 69 109
A100N36 36 2,71 33 61 A100N11 11 4,85 52 86 A100M M 749 69 109
A1002.75 2,75 33 61 A1004.9 490 52 86 A1007.5 750 69 109
A1007/64 7/64 2,78 33 61 A100N10 10 4,92 52 86 A10019/64 19/64 754 75 117
A100N35 35 2,79 33 61 A100N9 9 4,98 52 86 A1007.6 760 75 117
A1002.8 2,80 33 61 A1005.0 500 52 86 A100N N 7,67 75 117
A100N34 34 282 33 61 A100N8 8 506 52 86 A1007.7 7,70 75 117
A1002.85 2,85 33 61 A1005.1 510 52 86 A1007.75 7,75 75 117
A100N33 33 287 33 61 A100N7 7 511 52 86 A1007.8 780 75 117
A1002.9 290 33 61 A10013/64 13/64 516 52 86 A1007.9 790 75 117
A1002.95 295 33 61 A100N6 6 518 52 86 A1005/16 5/16 794 75 117
A100N32 32 295 33 61 A1005.2 520 52 86 A1008.0 8,00 75 117
A1003.0 3,00 33 61 A100N5 5 522 52 86 A1000 (@] 8,03 75 117
A100N31 31 3,05 36 65 A1005.25 525 52 86 A1008.1 8,10 75 117
A1003.1 3,10 36 65 A1005.3 530 52 86 A1008.2 820 75 117
A1003.15 3,15 36 65 A100N4 4 531 57 93 A100P P 8,20 75 117
A1001/8 1/8 3,18 36 65 A1005.4 540 57 93 A1008.25 825 75 117
A1003.2 3,20 36 65 A100N3 3 541 57 93 A1008.3 830 75 117
A1003.25 3,25 36 65 A1005.5 550 57 93 A10021/64 21/64 833 75 117
AL100N30 30 3,26 36 65 A1007/32 7/32 556 57 93 A1008.4 8,40 75 117
A1003.3 3,30 36 65 A1005.6 560 57 93 A100Q Q 843 75 117
A1003.4 3,40 39 70 A100N2 2 561 57 93 A1008.5 850 75 117
A100N29 29 3,45 39 70 A1005.7 570 57 93 A1008.6 8,60 81 125
A1003.5 3,50 39 70 A1005.75 575 57 93 A100R R 8,61 81 125
A1009/64 9/64 3,57 39 70 A100N1 1 579 57 93 A1008.7 8,70 81 125
A100N28 28 3,57 39 70 A1005.8 580 57 93 A10011/32 11/32 8,73 81 125
A1003.6 360 39 70 A1005.9 590 57 93 A1008.75 8,75 81 125
A100N27 27 366 39 70 A100A A 594 57 93 A1008.8 8,80 81 125
A1003.7 3,70 39 70 A10015/64 15/64 595 57 93 A100S S 884 81 125
A100N26 26 3,73 39 70 A1006.0 6,00 57 93 A1008.9 890 81 125
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A100 HSS DORMER

DIN 338 RN/ BS 328 / ISO 235

G S MR- A T N S
"/No./letter mm mm mm "/No./letter mm mm mm “/No./letter mm mm mm
A1009.0 9,00 81 125 A10011.0 11,00 94 142 A10017/32 17/32 13,49 108 160
A100T T 9,09 81 125 A10011.1 11,10 94 142 A10013.5 13,50 108 160
A1009.1 9,10 81 125 A1007/16 7/16 11,11 94 142 A10013.6 13,60 108 160
A10023/64 23/64 9,13 81 125 A10011.2 11,20 94 142 A10013.7 13,70 108 160
A1009.2 9,20 81 125 A10011.25 11,25 94 142 A10013.75 13,75 108 160
A1009.25 9,25 81 125 A10011.3 11,30 94 142 A10013.8 13,80 108 160
A1009.3 9,30 81 125 A10011.4 11,40 94 142 A10035/64 35/64 13,89 108 160
A100U U 9,35 81 125 A10011.5 11,50 94 142 A10013.9 13,90 108 160
A1009.4 9,40 81 125 A10029/64 29/64 11,51 94 142 A10014.0 14,00 108 160
A1009.5 9,50 81 125 A10011.6 11,60 94 142 A10014.25 14,25 114 169
A1003/8 3/8 9,53 87 133 A10011.7 11,70 94 142 A1009/16 9/16 14,29 114 169
A100V \% 9,58 87 133 A10011.75 11,75 94 142 A10014.5 14,50 114 169
A1009.6 9,60 87 133 A10011.8 11,80 94 142 A10037/64 37/64 14,68 114 169
A1009.7 9,70 87 133 A10011.9 11,90 101 151 A10014.75 14,75 114 169
A1009.75 9,75 87 133 A10015/32 15/32 11,91 101 151 A10015.0 15,00 114 169
A1009.8 9,80 87 133 A10012.0 12,00 101 151 A10019/32 19/32 15,08 120 178
A100W W 9,80 87 133 A10012.1 12,10 101 151 A10015.25 15,25 120 178
A1009.9 9,90 87 133 A10012.2 12,20 101 151 A10039/64 39/64 15,48 120 178
A10025/64 25/64 9,92 87 133 A10012.25 12,25 101 151 A10015.5 15,50 120 178
A10010.0 10,00 87 133 A10012.3 12,30 101 151 A10015.75 15,75 120 178
A100X X 10,08 87 133 A10031/64 31/64 12,30 101 151 A1005/8 5/8 15,88 120 178
A10010.1 10,10 87 133 A10012.4 12,40 101 151 A10016.0 16,00 120 178
A10010.2 10,20 87 133 A10012.5 12,50 101 151 A10041/64 41/64 16,27 125 184
A10010.25 10,25 87 133 A10012.6 12,60 101 151 A10016.5 16,50 125 184
A100Y Y 10,26 87 133 A10012.7 12,70 101 151 A10021/32 21/32 16,67 125 184
A10010.3 10,30 87 133 A1001/2 1/2 12,70 101 151 A10017.0 17,00 125 184
A10013/32 13/32 10,32 87 133 A10012.75 12,75 101 151 A10043/64 43/64 17,07 130 191
A10010.4 10,40 87 133 A10012.8 12,80 101 151 A10011/16 11/16 17,46 130 191
A100Z Z 10,49 87 133 A10012.9 12,90 101 151 A10017.5 17,50 130 191
A10010.5 10,50 87 133 A10013.0 13,00 101 151 A10018.0 18,00 130 191
A10010.6 10,60 87 133 A10033/64 33/64 13,10 101 151 A10018.5 18,50 135 198
A10010.7 10,70 94 142 A10013.1 13,10 101 151 A10019.0 19,00 135 198
A10027/64 27/64 10,72 94 142 A10013.2 13,20 101 151 A10019.5 19,50 140 205
A10010.75 10,75 94 142 A10013.25 13,25 108 160 A10020.0 20,00 140 205
A10010.8 10,80 94 142 A10013.3 13,30 108 160
A10010.9 10,90 94 142 A10013.4 13,40 108 160
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