Type El 30/10,5 1 VA

Range available ex stock*

VDE 0551/EN 60742 (31.22%) (().285 (%12) le—
Potted under vacuum ' '
Split-bobbin transformers + + + + + —
Temperature class t,70°C/B 8 7 8 3 ®
Short-circuit-proof 2@ o5
— o~ O\(:‘a

* Other primary and secondary voltages 5 i 3+ i 41 ]

on request Pin DIA. 0031

{Stift | Pin 8 0,8 mm)

* Other temperature classes on request 4020 —
* CCA-Certificate available txs)
* Weight 0,07 kg

View of pins
Dimensions in Inches

Millimeter equivalents
in parentheses

Primary Pin Secondary No-Load Voltage Pin Types Ref. No. Approvals
230V 1-5 6V 166 mA 8,50V 7-9 BV 030-7232.0 R 1+2-3-4:5-10
RS 207-5028 230V 1-5 9V 1M mA 12,45V 7-9 BV 030-7233.0 R 1:2:3-4-5-10
RS 207-5034 230V 1-5 12V 84mA 16,30 V 7-9 BV 030-7234.0 R 1:2:3:4-5-10
RS 207-5056 230V 1-5 15V 66 mA 20,20V 7-9 BV 030-7235.0 R 1°2:3:4-5-10
RS 207-5062 230V 1-5 18V 55mA 24,20V 7-9 BV 030-7236.0 R 1:2:3:4°5:10
RS 207-5078 230V 1-5 24V 42mA 32,20V 7-9 BV 030-7237.0 R 1°2:3-4-5°10
230V 1-5 2x 6V 84mA 2x 830V 6-7/9-10 BV 030-72380 R 1-2-3-4:5-10
230V i-5 2x 9V 55mA 2x 11,90V 6-7/9-10 BV 030-7239.0 R 1-2-3-4-5-10
230V 1-5 2x12V  42mA 2x 16,20V 6-7/9-10 BV 030-7240.0 R 1-2-3-4-5-10
230V 1-5 2x15V 33 mA 2x2040V 6-7/9-10 BV 030-7241.0 R 1+2-3-4-510
230V 1-5 2x18V 28 mA 2x 2420V 6-7/9-10 BV 030-7242.0 2-3 10
230V 1-5 2x24V  21mA 2x 3210V 6-7/9-10 BV 030-7243.0 2:3 10

Specifications subject to change without notice.

Approval symbol 1 @ 2 @ 3 @ 4 @ 5 @ 6 @ 7 @ 8 9 10®N
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