5OX50X15 MM

MaglLev Green Motor Blower

SUNON

Model P/N Bearing  Rating Power Power Speed
® vaPO Voltage  Current  Consumption
6 28ALL (VDC) (AMP) (WATTS) (RPM)
GB1205PHVX-8AY GN ® 12 0.17 20 6000
GB1205PHV1-8AY GN ® 12 0.10 1.2 5000
GB1205PHV2-8AY GN [ ] 12 0.06 0.7 4000
GB1205PHV3-8AY GN ® 12 0.044 05 3000
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*All model could be customized on voltage or any other requirements to fit your need.
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UL1061,#26AWG

300 *50
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*Specifications subject to change without notice. Please Visit SUNON web site at http://www.sunon.com for update information.
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