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Semi-rotary drives DSR/DSRL

� Wide variety of mounting options

� Infinitely adjustable swivel angle

� Comprehensive range of accessories
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Semi-rotary drives DSR/DSRL
Peripherals overview and type codes
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Semi-rotary drives DSR/DSRL
Accessories

Mounting kit

WSR-…-J

for proximity sensors SIEN-M8

WSR-…-J-M5

for proximity sensors SIEN-M5

Material:

Steel

Dimensions and ordering data

WSR-…-J

For 

[mm]

B4 H3 H4 L4 L5 CRC1) Weight

[g]

Part No. Type

16 13 1.5 35 52 27 2 12 14873 WSR-16-J

25 13 1.5 43.1 52 34 2 17 14799 WSR-25-J

32 13 1.5 54.3 64 48 2 18 14962 WSR-32-J

40 13 1.5 76.3 80 60 2 24 14963 WSR-40-J

WSR-…-J-M5

For 

[mm]

B4 H3 H4 L4 L5 CRC1) Weight

[g]

Part No. Type

10 8 1 25.4 30 20 2 6 33413 WSR-10-J-M5

12 8 1 28.3 34 24.5 2 10 15685 WSR-12-J-M5

16 8 1 34.9 38 27 2 78 15931 WSR-16-J-M5

25 13 1.5 43 52 34 2 17 15932 WSR-25-J-M5

32 13 1.5 54.3 64 48 2 25 15933 WSR-32-J-M5

40 13 1.5 76.3 80 60 2 30 15934 WSR-40-J-M5

1) Corrosion resistance class CRC 2 to Festo standard FN 940070

Moderate corrosion stress. Indoor applications in which condensation may occur. External visible parts with primarily decorative requirements for the surface and which are in direct contact with the ambient atmo­

sphere typical for industrial applications.
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Semi-rotary drives DSR/DSRL
Accessories

Electrical limit switch for end-position sensing

The switching point may only be

exceeded by 0.5 mm in these electrical

limit switches. Actuation only vertical

to stem axis.

S-3-BE S-3-BE-SW

Connection 3 push-in connectors

(2.8x0.5 mm)

3 wires

(0.75 mm2)

Contact rating � Table below

Operating voltage 250 V AC/250 V DC

Line current ohmic load – –

Line current inductive load – –

Utilisation category AC 12/DC 12 (ohmic load)

AC 14/DC 13 (inductive load)

CE symbol Yes, as per EU Directive 73/23/EEC

Protection class to EN 60 529 IP40 IP67

Temperature range –20 ... +85 °C

Material Housing, cover: black plastic

Weight 2 g 16 g

S-3-BE, S-3-BE-SW

Test symbols:

S-3-BE: VDE-ÜG, UL, CSA,

SEMKO

S-3-BE-SW: VDE, SEV, SEMKO,

BEAB

Contact configuration:

Changeover switch

NC contact

NO contact

black blue

grey

black grey

black blue

AC voltage

Voltage

[V] ~

Resistance load

[A]

Inductive load

[A]

12

24

60

110

220

6

3

1

0.5

0.25

6

2

0.5

0.2

0.1

Pneumatic limit valve for end-position sensing

S-3-PK-3-B/SO-3-PK-3-B

S-...

SO-...

The switching point is pressure-

dependent and deviates up to 0.8 mm

in the pressure range from 0 … 8 bar.

The switching point may only be ex­

ceeded by 0.5 mm. The valve must not

be used as a fixed stop and should

only be operated vertically to the

stem.

Connection Barbed fitting for 3 mm plastic tubing

Nominal size 1.8 mm

Standard nominal flow rate (1    2) 60 l/min

Pressure range –0.95 ... +8 bar

Actuating force at 6 bar 6 N

Temperature range –10 ... +60 °C

Materials Plastic, brass

Weight 7 g
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Semi-rotary drives DSR/DSRL
Accessories

Electrical limit switch for end-position sensing

Micro switch

S-3-BE

1 Switching point

2 Normal position3 Push-in connector

Micro switch with cable (splash-proof)

S-3-BE-SW

1 Switching point

2 Normal position

Ordering data

For 

[mm]

Part No. Type

10 … 12 30648 S-3-BE

30649 S-3-BE-SW
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Semi-rotary drives DSR/DSRL
Accessories

Pneumatic limit valve for end-position sensing

Micro stem actuated valve

S-3-PK-3-B

SO-3-PK-3-B

1 Barbed fittings for 3 mm plastic

tubing

2 Switching point min.

1 (P) = supply port

2 (A) = working or outlet line

3 (R) = exhaust

Ordering data

For 

[mm]

Design Part No. Type

16 … 40 Normally closed 7843 S-3-PK-3-B

Normally open 10403 SO-3-PK-3-B

Ordering data – Proximity sensors, inductive Technical data � Internet: sien

For  Remarks Connection Part No. Type

10 … 40 For mounting kit WSR-…-J-M5 Cable 150370 SIEN-M5B-PS-K-L

Plug 150371 SIEN-M5B-PS-S-L

16 … 40 For mounting kit WRM-…-J Cable 150386 SIEN-M8B-PS-K-L

Plug 150387 SIEN-M8B-PS-S-L

Ordering data – Connecting cables Technical data � Internet: nebu

Electrical connection, left Electrical connection, right Cable length Part No. Type

[m]

Straight socket, M8x1, 3-pin Cable, open end, 3-wire 2.5 541333 NEBU-M8G3-K-2.5-LE3

5 541334 NEBU-M8G3-K-5-LE3

Angled socket, M8x1, 3-pin Cable, open end, 3-wire 2.5 541338 NEBU-M8W3-K-2.5-LE3

5 541341 NEBU-M8W3-K-5-LE3

Ordering data – One-way flow control valves Technical data � Internet: grla

Connection Material Part No. Type

Thread For tubing OD

M3 3 Metal design 175041 GRLA-M3-QS-3

M5 3 193137 GRLA-M5-QS-3-D

4 193138 GRLA-M5-QS-4-D

6 193139 GRLA-M5-QS-6-D

G1/8 3 193142 GRLA-1/8-QS-3-D

4 193143 GRLA-1/8-QS-4-D

6 193144 GRLA-1/8-QS-6-D

8 193145 GRLA-1/8-QS-8-D

G1/4 6 193146 GRLA-1/4-QS-6-D

8 193147 GRLA-1/4-QS-8-D

10 193148 GRLA-1/4-QS-10-D
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