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S t a n d a r d s  a n d  a p p r o v a ls

All 13 amp standard safetyplugs conform to  

B S  136 3 P art 1: 19 9 5 . All 13 amp tough plugs and D uraplug 

rub b er plugs conform to B S  136 3/A P art 1: 19 9 5 . All th e ab ov e 

plugs are th ird party approv ed and licensed b y AS T A.

R ound pin plugs comply w ith  B S  5 4 6 .

N on-standard safetyplugs and 13 amp cab le couplers comply 

w ith  B S  136 3 P art 1: 19 9 5  w h ere applicab le.

T e c h n ic a l s p e c if ic a t io n

Terminal/cable size

L ist N o .  M ax imu m cable size 

O u ter d iameter C o nd u cto r

o f cable (mm) C .S .A . (mm2)

6 4 6 11.0 1.5

6 4 7 11.0 1.5

6 5 5 11.0 1.5

P F 133 11.0 1.5

5 0 2 8 .7 0 .5

5 0 5 9 .4 0 .7 5

5 15 11.0 1.5

6 39 8 .7 0 .5

6 4 1 9 .4 0 .7 5

6 4 3 11.0 1.5

P 5 3 9 .4 0 .7 5

P 15 3 11.0 1.5

D e s c r ip t io n

1 3  a m p  p lu g s

A ll M K  s tand ard  1 3  am p  p lu g s  can b e u sed  o n ring  and  rad ial circu its  and  are av ailab le w ith 1 3  am p  

fu ses  o r 3  am p  fu ses .

D u rap lu g  s tand ard  1 3  am p  p lu g s  are s u p p lied  w ith 1 3  am p  fu ses ; ho w ev er, alternativ e fu se rating s  are 

av ailab le to  s p ecial o rd er.

R o u n d  p in  p lu g s

A v ailab le u nfu sed  at 2 , 5  and  1 5  am p . They  can als o  b e s u p p lied  fu sed , the 1 5  am p  fitted  w ith a 5  am p  

fu se. The B ritish S tand ard  d o es  no t allo w  the 1 5  am p  p lu g  to  b e fu sed  hig her than 5  am p . The 1 5  am p  

p lu g  is  no rm ally  u sed  o n a rad ial s y s tem  w hich is  p ro tected  b y  a 2 0  am p  p ro tectiv e d ev ice.

N o n  s ta n d a rd  s a fe ty p lu g

N o t third  p arty  ap p ro v ed  as  the earth p in is  ‘T’ shap ed , altho u g h the p in co nfig u ratio n co nfo rm s  to   

B S  1 3 6 3  p in centres . This  p lu g  is  d es ig ned  s p ecifically  fo r u se w ith M K  N o n S tand ard  S o ck ets , e.g . K 1 2 5 7  

W H I –  L o g ic P lu s  1  g ang  1 3  am p  S w itched , N o n S tand ard  S o ck et o u tlet.

A d a p to rs

B o th the 1 3  am p  tw o  w ay  ad ap to r and  the shav er ad ap to r are d es ig ned  to  B S  1 3 6 3 : P art 3 : 1 9 9 5 . The 

tw o  w ay  ad ap to r is  u nfu sed  and  has  tw o  shu ttered  1 3  am p  s o ck et o u tlets . The u niq u e featu re o f the 

shav er ad ap to r is  the raised  w all o n the s o ck et face w hich res tricts  the s iz e o f p lu g  w hich can b e inserted  

to  the ty p ical shav er p lu g .
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F o r  a  fu ll r a n g e  o f c o r r e s p o n d in g  p r o d u c t s , 

s e e  p a g e s  2 1 2 -2 1 3  in  t h e  p r o d u c t  s e le c t o r .


