Stock No: 485-013

RS Pro Black Nitrile Rubber Pipe
Insulation, 54mm dia. x 19mm X
2000mm

Product Details

Rubber Pipe Insulation Class 0
Fully flexible rubber pipe insulation
Supplied in 2m lengths
Manufactured without using CFC and HCFC gases
Meets the requirements of Byelaw 49
Suitable for frost protection, energy conservation and pipeline protection

Temperature Range -40°C to +116°C

Thermal Conductivity

Mean Temp. °C 0 +20 +40
Wiim.K) 0.035 | 0,037 0.040
Note
Rubber Tube Insulation (Insultube) are supplied unslit
Standards

BS476 Part G- 1989
BS476 Part 7- 1997, class 1
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Specifications:

Fipe Diameter S4mm

Length 2000mm

Material Nitrile Rubber

Thermal Conductivity 0.035 Wimlk, 0.037 Wimk, 0.04 VWimk
Wall Thickness 19mm

Colour Black




