
 
 

 
 
 
 
 
 
 

 
 

 
 

The picture above is for reference only.  
 
Specifications: 
RATING : 2A/36VDC 
ELECTRICAL LIFE : 200,000 make-and-break cycles at full load 
MECHANICAL LIFE : 1,000,000 cycles 
INSULATION RESISTANCE : 1,000 MΩ min. at 500VDC 
DIELECTRIC STRENGTH : 2,000V RMS @ sea level 
CONTACT RESISTANCE : 50 mΩ max.  
OPERATION TEMPERATURE : -20°C~+70°C 
TRAVEL: About 2.0±0.20mm 
OPERATION PRESSURE : 4.5N±1.5N 
INGRESS PROTECTION : IP67 
TORQUE : 11.5 kgf．cm 
THICKNESS : 8.0mm (Max.) 
Current limiting resistor is required to limit LED forward current to 20mA. 

  

Datasheet 
RS PRO Sub-Miniature Pushbutton Switches 
Stock number: 175-XXXX  (Details as follows) 
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RS Part no. 
175-8480 MPB16-CARE-0-JR-0V 
175-8550 MPB16-CARE-1-JR-0V 
175-8546 MPB16-CARE-1-JR-6V 
175-8549 MPB16-CARE-1-JR-12V 
175-8548 MPB16-CARE-1-JR-24V 
175-8538 MPB16-CARE-3-JR-0V 
175-8553 MPB16-CARE-3-JR-3V 
175-8532 MPB16-CARE-3-JR-6V 
175-8516 MPB16-CARE-3-JR-12V 
175-8534 MPB16-CARE-3-JR-24V 
175-8523 MPB16-CARE-5-JR-0V 
175-8573 MPB16-CARE-5-JR-3V 
175-8533 MPB16-CARE-5-JR-6V 
175-8522 MPB16-CARE-5-JR-12V 
175-8519 MPB16-CARE-5-JR-24V 
175-8585 MPB16-CARE-6-JR-0V 
175-8580 MPB16-CARE-6-JR-6V 
175-8583 MPB16-CARE-6-JR-12V 
175-8582 MPB16-CARE-6-JR-24V 
175-8594 MPB16-CARE-7-JR-0V 
175-8568 MPB16-CARE-7-JR-6V 
175-8572 MPB16-CARE-7-JR-12V 
175-8571 MPB16-CARE-7-JR-24V 
175-8560 MPB16-CARE-A-JR-0V 
175-8499 MPB16-CARE-A-JR-6V 
175-8559 MPB16-CARE-A-JR-12V 
175-8556 MPB16-CARE-A-JR-24V 
175-8470 MPB16-CARE-RGB-JR-0V 
175-8465 MPB16-CARE-RGB-JR-6V 
175-8468 MPB16-CARE-RGB-JR-12V 
175-8467 MPB16-CARE-RGB-JR-24V 
175-8457 MPB16-CARP-0-JR-0V 
175-8454 MPB16-CARP-1-JR-0V 



175-8450 MPB16-CARP-1-JR-6V 
175-8453 MPB16-CARP-1-JR-12V 
175-8452 MPB16-CARP-1-JR-24V 
175-8443 MPB16-CARP-3-JR-0V 
175-8459 MPB16-CARP-3-JR-3V 
175-8514 MPB16-CARP-3-JR-6V 
175-8496 MPB16-CARP-3-JR-12V 
175-8456 MPB16-CARP-3-JR-24V 
175-8504 MPB16-CARP-5-JR-0V 
175-8500 MPB16-CARP-5-JR-3V 
175-8478 MPB16-CARP-5-JR-6V 
175-8503 MPB16-CARP-5-JR-12V 
175-8502 MPB16-CARP-5-JR-24V 
175-8490 MPB16-CARP-6-JR-0V 
175-8484 MPB16-CARP-6-JR-6V 
175-8488 MPB16-CARP-6-JR-12V 
175-8487 MPB16-CARP-6-JR-24V 
175-8576 MPB16-CARP-7-JR-0V 
175-8731 MPB16-CARP-7-JR-6V 
175-8735 MPB16-CARP-7-JR-12V 
175-8734 MPB16-CARP-7-JR-24V 
175-8721, 
175-9439 MPB16-CARP-A-JR-0V 

175-8688 MPB16-CARP-A-JR-6V 
175-8720 MPB16-CARP-A-JR-12V 
175-8717 MPB16-CARP-A-JR-24V 
175-8704 MPB16-CARP-RGB-JR-0V 
175-8703 MPB16-CARP-RGB-JR-6V 
175-9121 MPB16-CARP-RGB-JR-12V 
175-9159 MPB16-CARP-RGB-JR-24V 
175-9183 MPB16-A1HE-0-JR-0V 
175-9182 MPB16-A1HE-1-JR-0V 
175-9181 MPB16-A1HE-3-JR-0V 
175-9180 MPB16-A1HE-5-JR-0V 
175-9178 MPB16-A1HE-6-JR-0V 
175-9177 MPB16-A1HE-7-JR-0V 



175-9176 MPB16-A1HE-A-JR-0V 
175-9213 MPB16-A1HE-RGB-JR-0V 
175-9192 MPB16-A1FP-0-JR-0V 
175-9190 MPB16-A1FP-1-JR-0V 
175-9189 MPB16-A1FP-3-JR-0V 
175-9174 MPB16-A1FP-5-JR-0V 
175-9187 MPB16-A1FP-6-JR-0V 
175-9200 MPB16-A1FP-7-JR-0V 
175-9185 MPB16-A1FP-A-JR-0V 
175-9184 MPB16-A1FP-RGB-JR-0V 
175-9148 MPB16-A1FE-0-JR-0V 
175-9199 MPB16-A1FE-1-JR-0V 
175-9198 MPB16-A1FE-3-JR-0V 
175-9197 MPB16-A1FE-5-JR-0V 
175-9196 MPB16-A1FE-6-JR-0V 
175-9195 MPB16-A1FE-7-JR-0V 
175-9194 MPB16-A1FE-A-JR-0V 
175-9193 MPB16-A1FE-RGB-JR-0V 
175-9211 MPB16-A2HE-0-JR-0V 
175-9210 MPB16-A2HE-1-JR-0V 
175-9209 MPB16-A2HE-3-JR-0V 
175-9207 MPB16-A2HE-5-JR-0V 
175-9206 MPB16-A2HE-6-JR-0V 
175-9205 MPB16-A2HE-7-JR-0V 
175-9204 MPB16-A2HE-A-JR-0V 
175-9203 MPB16-A2HE-RGB-JR-0V 
175-9221 MPB16-A2FP-0-JR-0V 
175-9219 MPB16-A2FP-1-JR-0V 
175-9218 MPB16-A2FP-3-JR-0V 
175-9217 MPB16-A2FP-5-JR-0V 
175-9201 MPB16-A2FP-6-JR-0V 
175-9215 MPB16-A2FP-7-JR-0V 
175-9228 MPB16-A2FP-A-JR-0V 
175-9212 MPB16-A2FP-RGB-JR-0V 
175-9186 MPB16-A2FE-0-JR-0V 



175-9188 MPB16-A2FE-1-JR-0V 
175-9227 MPB16-A2FE-3-JR-0V 
175-9226 MPB16-A2FE-5-JR-0V 
175-9225 MPB16-A2FE-6-JR-0V 
175-9224 MPB16-A2FE-7-JR-0V 
175-9223 MPB16-A2FE-A-JR-0V 
175-9222 MPB16-A2FE-RGB-JR-0V 
175-9130 MPB16-A3HE-0-JR-0V 
175-9128 MPB16-A3HE-1-JR-0V 
175-9127 MPB16-A3HE-3-JR-0V 
175-9126 MPB16-A3HE-5-JR-0V 
175-9125 MPB16-A3HE-6-JR-0V 
175-9124 MPB16-A3HE-7-JR-0V 
175-9123 MPB16-A3HE-A-JR-0V 
175-9122 MPB16-A3HE-RGB-JR-0V 
175-9139 MPB16-A3FP-0-JR-0V 
175-9138 MPB16-A3FP-1-JR-0V 
175-9137 MPB16-A3FP-3-JR-0V 
175-9136 MPB16-A3FP-5-JR-0V 
175-9134 MPB16-A3FP-6-JR-0V 
175-9119 MPB16-A3FP-7-JR-0V 
175-9132 MPB16-A3FP-A-JR-0V 
175-9146 MPB16-A3FP-RGB-JR-0V 
175-9202 MPB16-A3FE-0-JR-0V 
175-9161 MPB16-A3FE-1-JR-0V 
175-9120 MPB16-A3FE-3-JR-0V 
175-9175- MPB16-A3FE-5-JR-0V 
175-9144 MPB16-A3FE-6-JR-0V 
175-9143 MPB16-A3FE-7-JR-0V 
175-9142 MPB16-A3FE-A-JR-0V 
175-9140 MPB16-A3FE-RGB-JR-0V 
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