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8. MATERIAL: HOUSING: PLASTIC (BLACK); BOLT: STAINLESS STEEL; CLIP: STEEL;
GROMMET: RUBBER.

SEE KEY ORIENTATION 7. THIS PLUG MATES WITH DRC23-24P#-#%%% RECEPTACLE.
4. THIS CONNECTOR WILL ACCOMMODATE THE FOLLOWING: (¥ = A,B,C,D KEYS; ##%x = ALL MODIFICATIONS)

WIRE GAUGE {f} FOR CONTACT AND WIRE PERFORMANCE AND APPLICATION
CONTACT [MIN. INSUL. MAX. INSUL-| RaNGE REF ONLY CHARACTERISTICS SEE ENVELOPE DRAWING 0425-015-0000.
370 095 |16 THRU 20 5. RECOMMENDED RETAINING BOLT TORQUE: 25-28 IN-LB [2.82-3.16 NMJ.
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[1.016] [2.4131  |01.00-.50mm?]
SIGNATURE & DATE PLUG cp o
3. PLUG IS SUPPLIED WITH DUST CAP (NOT SHOWN). OR | D. MEYER 11/29/00 24 CONTACTS, SIZE 20 The Deutsch Company
DEUTSCH 1.P.D.
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