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 Part # : RAL AASB1010 

 Hose : AIRCA 10 

 Hose material : 2 layers of SBR / Textile braid 

 ID. : 10 mm 

 OD . : 18 mm 

 Hose lenght : 10 m 

 Working pressure : 20 bar 

 Maxi temperature : +70°C 

 Mini temperature : -30°C 

 Resistance : Traction, torsion, flexion, abrasion 

 Mounting : Calibrated ear clamp 

 Scratch protection : ECP rubber protective boot (both ends) 

 Coupling : ASI 061810 

 Profile : ARO 210 passage 6 (Color code yellow) 

 Coupling : Safety, Anti-static, non-scratch, silicon free  

 Standards : ATEX 2, ISO 4414 

 DAir flow @ 6 b : 800 l/min 

 Plug : Anticorrosion treated steel 

 Mounting :  Calibrated ear clamp / Yellow color code ring 
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