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Pull gaps

Air gap Magnetic Pull*
[mm] [M]
0.00 280
0.09 149
0.18 80
0.27 43
0.36 24
0.59 12
1.00 5
1.5%9 2
2.00 2

* -nf' 10%
Dimensions

x 10mm deep

LEADS:- 1 RED + 1 BLACK
0.3mm Square x 500mm Long
Tapped M5 coarse
|| ! :

3 holes tapped
M3 coarse x 6Gmm deep
on 18mm RC.D.
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