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1. SPECIFICATIONS:
ELECTRICAL:
IMPEDANCE® B0 OHMS
FREQUENGY RANGE: Q-1B GHz
VSWR: NOT APPLICABLE

WORKING VOLTAGE: 335 VRMS MAX AT SEA LEVEL

DIELECTRIC WITHSTANDING VOLTAGE* 1000 VRMS MIN AT SEA LEVEL

INSULATION RESISTANCE: BOL0 MEGOHMS MIN

CONTACT RESISTANCE: CENTER CONTACT - INITIAL 3 MILLIOGHMS MAX,

AFTER ENVIRONMENTAL 4 MILLIOHMS MAX

OUTER CONDUCTOR - INITIAL 2.0 MILLIQHMS MAX
AFTER ENVIRONMENTAL NOT APPLICABLE
BRAID TO BORY - NOT APPLICABLE

GCORONA LEVEL: 250 VOLTS MIN AT 70,000 FEET

INSERTICN LOSS: NOT APPLIEABLE

RF LEAKAGE: NOT APPLICASLE

RF HICH POTENTIAL WITHSTANDING VOLTAGE: 670 VRMS MIN AT 4 AND 7 MHz

MECHANICAL:

ENCAGE/DISENGAGE TORQUE: 2 INCH PQUNDS MAX
MATING TORQUE: 7-10 INCH FOLNDS
COUPLING PROQF TORQUE: NQT APPLICABLE
COUPLING NUT RETENTION: NQT APPLICABLE
CONTACT RETENTION: & LBS MIN AXIAL FORCE

4 IN-OZ MIN RADIAL TORQUE
CABLE ACCEPTABILITY: NOT APPLICASLE
GABLE RETENTION: NOT APPLICAELE
DURABILITY: 500 CYCLES MIN

ENVIRONMENTAL:

(MEETS OR EXCEEDS THE APPLICABLE PARAGRAPH OF MIL-C-39012}
THERMAL SHOCK: MIL-STO-202, METHOD 197, CONDITICN B
QPERATING TEMPERATURE* -65 € TO 165 ©

CORRQSION® MIL-S70-202, METHOD 101, CONDITION B

SHOCK: MIL-ST0-202, METHOD 213, CONDITION |

VIBRATION®* MIL-STD-202, METHOD 204. CONDITION D

MOISTURE RESISTANCE: MIL-STO-202, METHOO 108

A BOTTOM OF CONTACT TO BE IN LINE WITH MOUNTING LEG WITHIN .D10.
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