
627

lighting equipment

Bold pack quantities: Minimum quantities to be ordered
Red catalogue numbers: New products 
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Pack Cat.Nos Incandescent British standard shaverlight

Conform to BS EN 60598 and IEE wiring regulations
(16th edition)
For linear incandescent tube,
Ø25 mm, length 284 mm
Polycarbonate diffuser
Pull cord switch in front + 2P socket
protected by a 20 VA transformer
Supplied with 60 W lamp

1 6 915 06 Incandescent shaverlight IP 24 - IK 04

Incandescent French standard shaverlights
For linear incandescent tube, 75 W max
Ø38 mm, length 310 mm
Polycarbonate diffuser
Front switch and side socket
Supplied with a 60 W lamp (tube)

1/10 0 606 20 Unswitched - IP 24
1/10 0 606 21 Switched - IP 24
1/10 0 606 25 Switched with 2P+T socket - IP 21
1/10 0 606 28 With socket + transfo 230/20 VA and switch IP 24

Incandescent tubes to fit striplights

Frosted
Ø38 mm, length 310 mm
S19 end cap Ø19 mm

25 0 606 84 60 W - 230 V±
in cardboard pack

1/25 0 606 90 60 W - 125 V±
in cardboard pack

E 27 lampholder
Insulating material - 100 W

50 0 601 21 Screw connection
Threaded base - single bushing
10 mm connector
With retaining screw
4 A - 250 V±

Lampholders for public lighting
Porcelain - white

10 0 601 30 Base retaining clip, protective skirt
4 A - 250 V±
E 27 lampholder

10 0 601 80 Base retaining clip - 16 A max. 
One piece unit 16 A - 750 V± 
E 40 lampholder

Pack Cat.Nos Cord switches

Fluorescent
Easy connection by cutting the 2 wires
Double pole

20 0 401 87 White spotted

Coloured
Easy connection by cutting the 2 wires
Double pole

20 0 401 92 White
20 0 401 93 Old gold, old gold rocker
20 0 401 94 Black

Door contact switch
10 0 401 75 Normally closed contactor complete

with roller actuator
Automatically illuminates cupboards

upon opening of the door
Single pole 2 A - 250 V

Fluorescent inspection lamps
IP 64 - IK 09
Supplied with fluorescent tube
Class II
5 m cable
H05 RNF (2 x 1 mm2)

1 0 622 40 8 W - 230 V - with 2P - 10/16 A plug
G5 lampholder

1 0 622 41 11 W - 230 V - with 2P - 10/16 A plug

IP 55
With hook - Rubber handle supplied with fluorescent 
tube, 2G7 lampholder

1 0 622 32 11 W - 230 V with 2P plug - 16 A
10 m cable - Class II

1 0 622 33 11 W - 24 V with Hypra plug
10 m cable - Class III


